Siemens Applied Automation
Gas Chromatograph
Master Spare Parts List

Form Revision: 3 July 2006

Category Index By Sections
Section 1 Index Category Index

Section 2 Maxum; and Power entry and control, power supplies, electronic modules
Maxum edition Il Maintenance Panel and System Controller
Communication and Input and Output Boards
Maxum CENELEC Purge controller
Model 50 valve (for other valves, see "Valve" section below)
Maxum oven and detector components
Ethernet accessories
All Maxum communication system peripherals

Section 3 MicroSAM

Section 4 Optichrom Electronic controller and door assembly
Electronic modules and components
LINC and components
All Data Hiway peripheral products
All Service Panels and APC
All Optichrom oven and detector components
Optichrom CENELEC Purge controller

Section 5 PGC x02 PGC 302
PGC 202
General Accessories

Section 6 Valves Model 11 (including repair)
Model 20 (including repair)
Valco
MAT
Siemens Liquid Injection Valve

Section 7 Sampling Systems Rotameters, valves and filters
Regulators and guages
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Section 8

Section 9

Section 10

Section 11

Key To Symbols
Part Number

NN
Other Information

Description

Price

*%

Repair

Siemens Applied Automation
Gas Chromatograph
Master Spare Parts List

Cabinet components, heaters
Accessories, fittings

Sample probes and parts
Fittings

Sparger Vessel, calibration and operational components
Enclosure and cabinet
Sampling system for sparger

Accessories Printers, recorders and supplies
Tools
Electrical parts and fittings
All operation and maintenance manuals

Columns (See introduction and terms and conditions for pricing formulas)
Special purchase
Custom built

Numerical Comprehensive listing in numerical order by part number

Part Number; must be specified when ordering parts

When ordering from Bartlesville, OK USA,; specify US Part Number
When ordering from Karlsruhe, Germany; specify EU part number

Any part number noted "NN" is not available from the indicated location.
Applicability of the part for original Maxum or Maxum edition Il is indicated.
Obsolescence or other useful information is also indicated.

Part name and description

If the main part is a kit, the various sub-items included in the kit are
listed immediately following the main item.

U.S. or Euro List price for the spare part indicated

All prices are valid on the date of issuance (Revised date above) and
are subject to change without notice. Contact AAl Customer Service for
current pricing quotations.

Custom columns are priced by application; see Table of Contents
Valves and some electronics can be repaired; consult factory.
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Factory
Kit Quantity

Ann'l Rate

Min. Qty

Maxum Acronyms

AD-4
ANG
AO-8
CEU
DIO-4
DNH
DPM
EPC

FID

GC

MMI
NAU
OEFT
PCM
PECM
SNE
SNECON
SVCM
SYSCON
TCD
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Exchange is available on some parts.

Consult factory for current pricing.

Some parts, notably repair and maintenance "kits", consist of a collection of several
smaller parts. The quantity of other parts provided in this "kit" is indicated.
Typically, these minor parts are not sold separately.

Recommended Quantities

An Annual Rate is provided for some parts. This is a planning value which indicates
the number of these parts which might be used per year per analyzer.

For example, if the indicated annual rate for a part is 0.10, and the number of
analyzers in use at a plant is 20, then the recommended quantity of this

example partis: 20 * 0.10 = 2 parts per year.

For some parts, a minimum recommended quantity to have on hand is indicated.
For these parts, useage rate is typically low, but for minimum down time, it is
suggested that a certain minimum quantity of the part be kept in local stock.

Analog/Digital Input and Output Board

Advance Network Gateway; connects high- and low-speed networks
Analog Output Board

CAN Extension Unit; used to house additional input and output boards
Digital Input and Output Board

DataNET Hub ; connects multiple DataNET segments together
Detector Personality Module; amplifies and digitizes detector signals
Electronic Pressure Controller

Flame lonization Detector

Gas Chromatograph

Human to Machine Interface

Network Access Unit

Oven Entry Feed Through; linkage between SNE and detector

Purge Control Module; allows entry of purge air to electronics enclosure
Power Entry and Control Module

Sensor Near Electronics; controller attached to oven detectors

SNE Controller Board; processor board inside SNE enclosure
Solenoid Valve Control Module

System Controller; main control computer board in GC and NAU
Thermal Conductivity Detector
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TCD-2 Thermal Conductivity Detector - Version 2
WDB Wiring Distribution Board; distributes cable harnesses inside GC electronics
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Siemens Applied Automation
Gas Chromatograph
Master Spare Parts List

2006
Part Number (EU) Other Information Weight kg. SN & Kit Ann'l Min. Loc
Warr'y Qty Rate Qty
Advance Maxum Chromatograph
Power Entry and Control Module (PECM)
GWK-AI2017799-001 Discontinued. Replace with 2022019-001. Price not available 1.84 Yes 1.00 0.10 1.00 U
GWK-AI2021828-001 Power Entry and Control Module (PECM-2) (Electronics only) Maxum 1 or Il 1.84 Yes 1.00 0.10 1.00 U
GWK-AI2022019-001 Power Entry Ctrl Mod. (PECM-2) with Temperature & SVCM Control Maxum 1 or I 1.84 Yes 1.00 0.10 1.00 U
(complete replacement kit)
Power Entry and Control Module (PECM-2) (Electronics only) 1.00
24v Power Cable from PECM to Wiring Distribution Board (WDB) 1.00
Long cable from Heater to Sensor Near Electronics 2.00
Heater Termination Plug 2.00
Fuse, 10A, fast acting, ceramic, 5x20mm 2.00
Fuse, 16A, fast acting, ceramic, 5x20mm 2.00
Power Ground cable for PECM 1.00
On-board Temperature Control Jumper cable for PECM 1.00
For long cables to connect PECM-2 to Solenoid Valve Control
Modules, see SVCM section.
For cables to connect PECM-2 to oven heater sensors, see Oven
Feed Through Section.
GWK-AI2021784-001 PECM-2 with Temp. and SVCM Citrl; (Top controller board only) Maxum 1 or Il 1.10 Yes 1.00 NR U
GWK-AI2021789-001 PECM-2 with Temp. and SVCM Citrl; (Bottom connect board only) Maxum 1 or Il 0.50 Yes 1.00 NR U
GWK-AI1173100-003 Discontinued; replace with 2021343-001 Price not available U
GWK-AI2021343-001 Filter, Power Supply Line Assembly Maxum 1 or Il 0.15 1.00 NR U
GWK-AI2020151-001 Fuse Kit Maxum 1 or Il 0.06 1.00 1.00 U
~ Fuse, 3.15 amp 10.00
N Fuse, 10.0 amp 10.00
~ Fuse, 16.0 amp 10.00
" Fuse, fast acting, ceramic, 5x20mm, 6.3A 10.00
GWK-AI2020152-001  Solid State Relay Kit Maxum 1 0.40 0.10 U
N Solid state power relay 4.00
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Siemens Applied Automation
Gas Chromatograph
Master Spare Parts List

2006
Part Number (EU) Other Information Weight kg. SN & Kit Ann'l Min. Loc
Warr'y Qty Rate Qty
GWK-AI2020376-701 Kit, Relay, Solid State Relay Kit for Maxum Il Maxum I 0.45 0.05 100 U
N Relay, Solid State, 250 AC, Opto_lsolated 4.00
GWK-AI2021769-001 Medium Wattage Heater Solid State Relay Module, with cables Maxum I 0.75 1.00 1.00 1.00 U
GWK-AI1901565-001 Relay, Solid State, 250 AC, Opto_lsolated Maxum I 0.10 1.00 NR U
GWK-AI2017991-001 Cable, Power, (Extension cable for external heater systems) Maxum I 0.10 1.00 NR U
GWK-AI2020146-001 PECM to SSR Cable and Connector Kit Maxum 1 or Il 0.16 0.20 100 U
N PECM to pressure switches 1.00
N SSR to SSR power jumper 1.00
N PECM to SSR, signal 1.00
A PECM to SYSCON purge, outside 1.00
" Plug, 3 position, 7.62 pitch, 20 amp 1.00
" Plug, 2 position, 5.08 pitch, 8 amp 1.00
A Connector, 6 position plug, 1x6, 8A (Phoenix) 1.00
A Cable, relay control plug 2.00
" Plug, 4 position, 3.81 pitch, 8 amp 1.00
GWK-AI2020147-001 Cable Harness Kit for Original Maxum Maxum 1 0.68 0.20 1.00 U
~ PECM to SSR, power 1.00
N PECM to SNE heater; I12C to PECM, SNE and SVCM #2 1.00
" 12C to EPC and SVCMs #1 and #3 1.00
A 115 vac power adapter 1.00
A 230 vac power adapter 1.00
GWK-AI2020183-701 Cable Harness Kit for Maxum || Maxum I 0.50 U
N Cable, PECM to SSR, power
" Cable, PECM / SNE heater, 12C-PECM / SNE / SVCM
~ Cable, 12C-EPC/SVCM #1 & 3
A Cable, adaptor, 115 vac power
N Cable, adaptor, 230 vac power
GWK-AI2017988-001 Purge By-pass cable Maxum 1 0.20 1.00 NR U
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Siemens Applied Automation
Gas Chromatograph
Master Spare Parts List

2006
Part Number (EU) Other Information Weight kg. SN & Kit Ann'l Min. Loc
Warr'y Qty Rate Qty
Power Supplies
GWK-AI1481000-008 Power Supply Module for GC, with Cables Maxum 1 or Il 1.36 Yes 1.00 0.10 1.00 U
GWK-AI2015849-001 Power supply assembly for ANG; 10 pin (Advance Net. Gateway) Network products 1.49 1.00 0.30 1.00 U
GWK-AI2015849-002 Power supply assembly for ANG; 6 pin (Advance Net. Gateway) Network products 1.49 1.00 0.30 1.00 U
GWK-AI1700490-001 Power supply for NAU and CEU Network products 1.81 Yes 1.00 0.10 1.00 U
GWK-AI1481008-006 Power supply, switching dual input, for DNH (DataNET Hub) Network products 1.49 Yes 1.00 U
GWK-AI2017976-001 Power Supply for Optichrom when using Advance Plus door Network products 1.50 1.00 0.30 1.00 U
Maintenance Panels (MMI)
GWK-AI2020171-001 Maintenance Panel Kit Level 1 - LED Maxum 1 or || 111 0.10 U
" Display assembly, maintenance panel level 1 1.00
A Nut, M4 with lock washer, zinc plated 4.00
A Clip, wire on base 4.00
GWK-AI2020153-001 Discontinued; replaced by 2020154-001 Price not available U
GWK-AI2020154-001 Maintenance Panel Kit, Universal Maxum 1 or Il (s) 1.56 Yes 0.10 U
Man-Machine (MMI) Interface Panel 1.00
Spacer, Hex, M4 Thread 4.00
Nut, M4 with lock washer, zinc plated 4.00
Washer, internal-T, #8, .330 x .022, stainless steel 4.00
Spacer, Hex, 8-32 Thread 4.00
Nut, 8-32 kep, 5/16 across flats, plated steel 4.00
System Controllers (SYSCON)
GWK-AI2017559-009 Discontinued. Replace with 2022018-001 or 2020132-001 Price not available 3.63 Yes 1.00 0.10 1.00 U
GWK-AI2017559-010 Discontinued. Replace with 2022018-001 or Price not available 3.63 Yes 1.00 0.10 1.00 U

2020132-001 plus 2020912-001
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Siemens Applied Automation
Gas Chromatograph
Master Spare Parts List

2006
Part Number (EU) Other Information Weight kg. SN & Kit Ann'l Min. Loc
Warr'y Qty Rate Qty
GWK-AI2021081-001 Discontinued. Replace with 2022018-001 or Price not available 3.70 Yes 1.00 0.10 1.00 U
2020132-001 plus 2020912-001
NN Discontinued. Replace with 2022018-001 or Price not available 3.70 Yes 1.00 0.10 1.00 U
2020132-001 plus 2020912-001
GWK-AI2020132-701 Discontinued. Replace with 2022018-001 or Price not available 3.80 Yes 1.00 0.10 1.00 U
2020132-001 plus 2020912-001
GWK-AI2020110-004 Discontinued. Replace with 2022018-001 or Price not available 1.20 Yes 0.10 1.00 U
2020132-001 plus 2020912-001
GWK-AI2020132-001 GC System Controller Plus with adapter cables (SYSCON+) Maxum 1 or Il and NAU 3.80 Yes 1.00 0.10 1.00 U
N GC System Controller (SYSCON +) with 32 MB DRAM only 1.00
N Cable, SYSCON purge, inside, SYSCON+ 1.00
A Cable, SYSCON+ Purge, Advance Plus 1.00
N Cable, Power for Fiber Optic Converter, SYSCON+ 1.00
A Memory Exp. Module; 8k-bytes SRAM + 8k-bytes Flash 1.00
GWK-AI2022018-001 SYSCON Replacement Kit with Compact Flash Maxum 1 or Il and NAU 3.70 Yes 1.00 0.10 1.00 U
N GC System Controller (SYSCON +) with 32 MB DRAM only 1.00
A Cable, SYSCON purge, inside, SYSCON+ 1.00
N Cable, SYSCON+ Purge, Advance Plus 1.00
N Cable, Power for Fiber Optic Converter, SYSCON+ 1.00
N Memory Replacement Module; 64 MByte CF; Type 1 1.00
A |12C Cont'lr Board to mount CF mem. on SYSCON (de-pop.) 1.00
N Cable, IDE, 19" for Compact Flash 1.00
GWK-AI2021817-001 = GC System Controller (SYSCON +) with 32 MB DRAM only Maxum 1 or Il and NAU 0.50 Yes 1.00 0.10 100 U
GWK-AI2021726-002 I12C Cont'lr Board to mount CF mem. on SYSCON (de-populated) Maxum 1 or Il and NAU 0.30 No 1.00 NR U
GWK-AI1901692-001 Cable, IDE, 19" for Compact Flash Maxum 1 or Il 0.05 1.00 NR U
GWK-AI2020912-001 Memory Expansion Module; 8 Mbytes SRAM + 8 Mbytes Flash Maxum 1 or Il 0.05 1.00 NR U
GWK-AI1226015-707 Memory Replacement Module; 32 Mbytes Dynamic RAM Maxum 1 or Il 0.05 1.00 NR U
GWK-AI1901667-001 Memory Replacement Module; 64 MByte Compact Flash; Type 1 Maxum 1 or Il 0.05 1.00 NR U
GWK-AI2021835-001 Memory Expansion Module; 16 Mbytes PSRAM Maxum 1 or Il 0.05 1.00 NR U
GWK-AI2017579-001  Cable, SYSCON to MMI, outside Maxum 1 or |l 0.07 1.00 NR U
GWK-AI2020916-001 Cable, Syscon to MMI with shield for Zone 1 Maxum 1 or Il 0.50 1.00 NR U
GWK-AI1700149-001  Termination, CAN Bus Maxum 1 or lI 0.01 1.00 NR U
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Siemens Applied Automation
Gas Chromatograph
Master Spare Parts List

2006
Part Number (EU) Other Information Weight kg. SN & Kit Ann'l Min. Loc
Warr'y Qty Rate Qty
GWK-AI2015813-001 CAN bus cable; SYSCON to bracket Maxum 1 or Il 0.10 1.00 NR U
GWK-AI1487010-002  SYSCON Battery, Lithium, 3.6V/2.4A-h, AA size Maxum 1 or Il 0.05 1.00 NR u
GWK-AI2017923-001 Cable, RS-232-485 extension Maxum 1 or Il 0.05 1.00 NR U
GWK-AI1686005-002  Cable, BNC Male to SMB plug, 50 Ohm Maxum 1 or Il 0.05 1.00 NR u
GWK-AI1686005-003 Cable, BNC Male 90 degree, to SMB plug 90 degree Maxum 1 or Il 0.05 1.00 NR U
(For interconnect and 12C ID cables, please see Wiring and Cables
section below.)
Communication Boards
GWK-AI1161000-010 3-COM Ethernet Board Maxum 1 or Il (s) 0.09 Yes 1.00 0.10 1.00 U
GWK-AI2020283-001 Ethernet to fiber optic conv. board with cable; for GC or NAU Maxum 1 or Il (s) 0.20 Yes 1.00 0.10 1.00 U
(See also Ethernet to Fiber Optic converter for Advance Plus and
Optichrom in Advance Plus Section above.)
GWK-AI2020282-002 Power cable for Fiber Optic converter board; for SYSCON+ Maxum Il 0.20 1.00 NR U
GWK-AI1218001-016 Connector, 6 position, Phoenix Combicon Plug Maxum 1 or Il 0.02 1.00 NR U
GWK-AI1681011-022 Cable, 10-Base-T crossover; 6 inch Maxum 1 or Il 0.03 1.00 NR U
For 2020951-801, "ANCB Communication Board; GC, NAU,
Gateway to Data Hiway", and for 2020182-701, "Install kit" for same
board; see section below in "Advance Network Gateway"
GWK-AI2020951-804 ANCB Communication Board; GC or NAU to DataNET Maxum 1 or Il 0.20 Yes 0.10 1.00 U
~ PCBA, ANCB with software, DataNET COMM board 1.00
GWK-AI2020182-702 Install Kit; ANCB Comm. Board; GC or NAU to DataNET Maxum 1 or || 0.25 Yes 0.10 100 U
~ PCBA, ANCB with software, DataNET COMM board 1.00
~ Cable, 10-Base-T crossover; 6 inch 1.00
A Connector, 6 position, Phoenix Combicon Plug 1.00
GWK-AI2020951-805 ANCB Communication Board; Gateway to DataNET Network products 0.20 Yes 0.10 1.00 U
A PCBA, ANCB, with software, ADH to DN / GW 1.00
GWK-AI2015828-001 Potted Fiber Optic converter module for DataNET Maxum 1 or Il 1.00 Yes 1.00 0.10 1.00 U
GWK-AI2020947-001 Fiber Optics Coupler cable Maxum 1 or Il 0.05 1.00 NR U
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Siemens Applied Automation
Gas Chromatograph
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2006
Part Number (EU) Other Information Weight kg. SN & Kit Ann'l Min. Loc
Warr'y Qty Rate Qty
Input and Output Boards
GWK-AI2017519-802 8 Channel AO Board Maxum 1 or Il (s) 0.22 Yes 1.00 0.10 1.00 U
GWK-AI2017519-803 4 Each DO/DI Board Maxum 1 or 11 (s) 0.18 Yes 1.00 0.10 1.00 U
GWK-AI2017519-804 2 Each AI/AO/DI/DO Board Maxum 1 or Il (s) 2.68 Yes 1.00 0.10 1.00 U
Electronic Pressure Control (EPC)
GWK-AI2020165-001 EPC Module Complete with Manifold and Seals Maxum 1 or Il (s) 0.80 Yes 0.10 1.00 U
A Install package, EPC module, with gaskets 1.00
A Fitting, ferrule, 1/16T, vespel / graphite, Valco 6.00
A Fitting, nut, 1/16T, stainless steel 6.00
GWK-AI2020334-001 Restrictor, Hydrogen coil, 210 cc/min Maxum 1 or Il 0.30 1.00 NR U
GWK-AI2020334-002 Restrictor, Hydrogen coil, 420 cc/min Maxum 1 or Il 0.30 1.00 NR U
GWK-AI2020334-003 Restrictor, Hydrogen, 420 cc/min Maxum 1 or Il 0.30 1.00 NR U
(For interconnect and 12C ID cables, please see Wiring and Cables
section below.)
Solenoid Valve Control Module (SVCM), Solenoids
and Needle Valves
GWK-AI2015960-002 SVCM Controller Board, Ver. 2 (Electronics only) Maxum 1 or Il 0.05 Yes 1.00 0.10 1.00 U
GWK-AI2020166-001 Solenoid Valve Control Module with o-rings (no electronics) Maxum 1 or Il 0.82 0.10 1.00 U
N Valve assembly 1.00
A O-ring, size 006, Buna-N 15.00
N O-ring, size 008, Buna-N 5.00
A SVCM short cable, solenoids to original SVCM ctrlr board 2.00
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Siemens Applied Automation
Gas Chromatograph
Master Spare Parts List

2006
Part Number (EU) Other Information Weight kg. SN & Kit Ann'l Min. Loc
Warr'y Qty Rate Qty
SMC SOLENOID PARTS AND MAXUM 2 TUBING MANIFOLDS
GWK-AI2022021-001 Solenoid Valve Replacement Kit (SMC) Maxum 1 or Il 0.28 0.50 1.00 U
" Valve, 4-way, with gasket and screws, SMC 4.00
N SVCM short cable, solenoids to original SVCM ctrlr board 2.00
A Cable, PECM-2 to Solenoid Valve, 1000 mm, SMC 2.00
~ Cable, PECM-2 to Solenoid Valve, 500 mm, SMC 1.00
A Fitting, elbow, 1/8 Tx1/16 MP, push-in, (SVCM kit) 2.00
NN Valve gas Solenoid (SMC) Maxum 1 or Il 0.10 1.00 NR U
GWK-AI1672101-001 Gasket for mounting solenoid (SMC) to SVCM manifold Maxum 1 or Il 0.06 1.00 0.10 U
GWK-AI2022024-001 Solenoid Valve Tubing Manifold Replacement Kit, Maxum 2 Maxum 1 or Il 0.28 0.50 1.00 U
A Manifold, tubing, SVCM #3 1.00
A Manifold, tubing, SVCM #1 and #2, air bath 1.00
" Bracket, tube support, SVCM #3 1.00
N Screw, M5 x 12, socket head cap, Stainless Steel 2.00
A Washer, M5, helical spring lock, Stainless Steel 2.00
N Gasket, 1/16", neoprene for SVCM 2.00
GWK-AI2021184-001  Tubing manifold for SVCM #1, #2; Maxum || Maxum I 4.00 1.00 NR U
GWK-AI2021185-001 Tubing manifold for SVCM #3; Maxum | Maxum Il 4.00 1.00 NR U
GWK-AI2015946-002 Gasket for SVCM tubing manifold; Maxum I Maxum I 0.02 1.00 NR U
PARKER SOLENOID PARTS AND MAXUM 1 TUBING MANIFOLDS
GWK-AI2020149-001 Solenoid Valve Replacement Kit (Parker) Maxum 1 or Il 0.28 0.50 1.00 U
N Valve, solenoid, (for SVCM) (Parker) 4.00
A Wiring harness (SVCM kit) 2.00
N Gasket, solenoid (SVCM kit) (Parker) 4.00
A Fitting, elbow, 1/8 Tx1/16 MP, push-in, (SVCM kit) 2.00
GWK-AI1672009-006 Valve gas Solenoid (Parker) Maxum 1 or Il 0.10 1.00 NR U
GWK-AI1532500-006 Gasket for mounting solenoid (Parker) to SVCM manifold Maxum 1 or Il 0.06 1.00 0.10 U
GWK-AI2020174-001 Solenoid Valve Tubing Manifold Replacement Kit, Maxum 1 Maxum 1 1.96 NR U
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Siemens Applied Automation
Gas Chromatograph
Master Spare Parts List

2006
Part Number (EU) Other Information Weight kg. SN & Kit Ann'l Min. Loc
Warr'y Qty Rate Qty
A Manifold, tubing, SVCM #3 1.00
A Manifold, tubing, SVCM #1 & #2 1.00
" Bracket, tube support, SVCM #3 1.00
N Screw, M5x12, socket head, stainless steel 2.00
N Washer, M5, helical spring lock, stainless steel 2.00
GWK-AI2015959-001 Tubing manifold for SVCM #1, #2; Maxum 1 Maxum 1 4.00 1.00 NR U
GWK-AI2015964-001 Tubing manifold for SVCM #3; Maxum 1 Maxum 1 4.00 1.00 NR U
GWK-AI2015946-001 Gasket for SVCM tubing manifold; Maxum Maxum 1 0.02 1.00 NR U
OTHER RELATED CABLES, OVEN VALVES AND SOLENOIDS
GWK-AI1672102-001 A SVCM short cable, solenoids to original SVCM ctrlr board Maxum 1 or Il 0.02 1.00 NR U
GWK-AI2021823-001 Cable, PECM-2 to Solenoid Valve, 1000 mm, SMC Maxum 1 or Il 0.02 1.00 NR U
GWK-AI2021823-002 Cable, PECM-2 to Solenoid Valve, 500 mm, SMC Maxum 1 or Il 0.02 1.00 NR U
GWK-AI1671004-103 Valve, Veriflow air actuated, diaphragm (Sample Off) Maxum 1 or Il 0.37 1.00 0.20 1.00 U
GWK-AI1671004-104  Valve, FID Air Diverter (for auto-ignite) Maxum 1 or Il 0.37 1.00 0.20 1.00 U
GWK-AI1671003-058 Valve, Nupro fine metering, stainless steel Maxum 1 or Il (s) 0.06 1.00 0.10 U
GWK-AI2022001-001 Valve, Siemens fine metering, stainless steel, kit Maxum 1 or Il (s) 0.06 1.00 0.10 U
(For interconnect and 12C ID cables, please see Wiring and Cables
section below.)
Wiring Distribution Board (WDB) and parts
GWK-AI2017580-001 Wiring Distribution Board Maxum 1 or Il 0.06 Yes 1.00 0.10 1.00 U
GWK-AI2020150-001 Discontinued; use individual resistor board part numbers below Price not available U
GWK-AI2017522-002 Discontinued; use 2021715-001 thru 2021719-004 below. Price not available 0.02 1.00 1.00 U
GWK-AI2017522-003 Discontinued; use 2021715-001 thru 2021719-004 below. Price not available 0.02 1.00 1.00 U
GWK-AI2017522-004 Discontinued; use 2021715-001 thru 2021719-004 below. Price not available 0.02 1.00 1.00 U
GWK-AI2017522-005 Discontinued; use 2021715-001 thru 2021719-004 below. Price not available 0.02 1.00 1.00 U
GWK-AI2017522-006 Discontinued; use 2021715-001 thru 2021719-004 below. Price not available 0.02 1.00 1.00 U
GWK-AI2017522-007 Discontinued; use 2021715-001 thru 2021719-004 below. Price not available 0.02 1.00 1.00 U
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2006
Part Number (EU) Other Information Weight kg. SN & Kit Ann'l Min. Loc
Warr'y Qty Rate Qty

GWK-AI2017522-008 Discontinued; use 2021715-001 thru 2021719-004 below. Price not available 0.02 1.00 1.00 U
GWK-AI2017522-009 Discontinued; use 2021715-001 thru 2021719-004 below. Price not available 0.02 1.00 1.00 U
GWK-AI2017522-010 Discontinued; use 2021715-001 thru 2021719-004 below. Price not available 0.02 1.00 1.00 U
GWK-AI2017522-011 Discontinued; use 2021715-001 thru 2021719-004 below. Price not available 0.02 1.00 1.00 U
GWK-AI2017522-012 Discontinued; use 2021715-001 thru 2021719-004 below. Price not available 0.02 1.00 1.00 U
GWK-AI2017522-013 Discontinued; use 2021715-001 thru 2021719-004 below. Price not available 0.02 1.00 1.00 U
GWK-AI2017522-014 Discontinued; use 2021715-001 thru 2021719-004 below. Price not available 0.02 1.00 1.00 U
GWK-AI2017522-015 Discontinued; use 2021715-001 thru 2021719-004 below. Price not available 0.02 1.00 1.00 U
GWK-AI2017522-016 Discontinued; use 2021715-001 thru 2021719-004 below. Price not available 0.02 1.00 1.00 U
GWK-AIX017522-00F  Discontinued; use 2021715-001 thru 2021719-004 below. Price not available 0.02 1.00 NR U
GWK-AI2021715-001 Temp. Set Point Res. Bd; single-channel; 11.5 kohm Maxum 1 or Il 0.02 1.00 1.00 U
GWK-AI2021715-002 Temp. Set Point Res. Bd; single-channel; 11.6 kohm Maxum 1 or Il 0.02 1.00 1.00 U
GWK-AI2021715-003 Temp. Set Point Res. Bd; single-channel; 12.1 kohm Maxum 1 or Il 0.02 1.00 1.00 U
GWK-AI2021715-004 Temp. Set Point Res. Bd; single-channel; 12.2 kohm Maxum 1 or Il 0.02 1.00 1.00 U
GWK-AI2021715-005 Temp. Set Point Res. Bd; single-channel; 12.4 kohm Maxum 1 or Il 0.02 1.00 1.00 U
GWK-AI2021715-006 Temp. Set Point Res. Bd; single-channel; 12.7 kohm Maxum 1 or Il 0.02 1.00 1.00 U
GWK-AI2021715-007 Temp. Set Point Res. Bd; single-channel; 12.9 kohm Maxum 1 or Il 0.02 1.00 1.00 U
GWK-AI2021715-008 Temp. Set Point Res. Bd; single-channel; 13.0 kohm Maxum 1 or Il 0.02 1.00 1.00 U
GWK-AI2021715-009 Temp. Set Point Res. Bd; single-channel; 13.3 kohm Maxum 1 or Il 0.02 1.00 1.00 U
GWK-AI2021715-010 Temp. Set Point Res. Bd; single-channel; 13.4 kohm Maxum 1 or Il 0.02 1.00 1.00 U
GWK-AI2021716-001 Temp. Set Point Res. Bd; single-channel; 13.5 kohm Maxum 1 or Il 0.02 1.00 1.00 U
GWK-AI2021716-002 Temp. Set Point Res. Bd; single-channel; 13.9 kohm Maxum 1 or Il 0.02 1.00 1.00 U
GWK-AI2021716-003 Temp. Set Point Res. Bd; single-channel; 14.0 kohm Maxum 1 or Il 0.02 1.00 1.00 U
GWK-AI2021716-004 Temp. Set Point Res. Bd; single-channel; 14.3 kohm Maxum 1 or Il 0.02 1.00 1.00 U
GWK-AI2021716-005 Temp. Set Point Res. Bd; single-channel; 14.5 kohm Maxum 1 or Il 0.02 1.00 1.00 U
GWK-AI2021716-006 Temp. Set Point Res. Bd; single-channel; 14.6 kohm Maxum 1 or Il 0.02 1.00 1.00 U
GWK-AI2021716-007 Temp. Set Point Res. Bd; single-channel; 14.7 kohm Maxum 1 or Il 0.02 1.00 1.00 U
GWK-AI2021716-008 Temp. Set Point Res. Bd; single-channel; 15.1 kohm Maxum 1 or Il 0.02 1.00 1.00 U
GWK-AI2021716-009 Temp. Set Point Res. Bd; single-channel; 15.2 kohm Maxum 1 or Il 0.02 1.00 1.00 U
GWK-AI2021716-010 Temp. Set Point Res. Bd; single-channel; 15.4 kohm Maxum 1 or Il 0.02 1.00 1.00 U
GWK-AI2021717-001 Temp. Set Point Res. Bd; single-channel; 15.6 kohm Maxum 1 or Il 0.02 1.00 1.00 U
GWK-AI2021717-002 Temp. Set Point Res. Bd; single-channel; 15.7 kohm Maxum 1 or Il 0.02 1.00 1.00 U
GWK-AI2021717-003 Temp. Set Point Res. Bd; single-channel; 15.8 kohm Maxum 1 or Il 0.02 1.00 1.00 U
GWK-AI2021717-004 Temp. Set Point Res. Bd; single-channel; 16.0 kohm Maxum 1 or Il 0.02 1.00 1.00 U
GWK-AI2021717-005 Temp. Set Point Res. Bd; single-channel; 16.2 kohm Maxum 1 or Il 0.02 1.00 1.00 U
GWK-AI2021717-006 Temp. Set Point Res. Bd; single-channel; 16.4 kohm Maxum 1 or Il 0.02 1.00 1.00 U
GWK-AI2021717-007 Temp. Set Point Res. Bd; single-channel; 16.5 kohm Maxum 1 or Il 0.02 1.00 1.00 U

03- 2007 GC Spares, Master Global Price List (2006-07-03) No Price.xls

Maxum; Page 9 of 36

Rev: (See above); Printed: 5/14/2007



Siemens Applied Automation

Gas Chromatograph
Master Spare Parts List

2006
Part Number (EU) Other Information Weight kg. SN & Kit Ann'l Min. Loc
Warr'y Qty Rate Qty

GWK-AI2021717-008 Temp. Set Point Res. Bd; single-channel; 16.8 kohm Maxum 1 or Il 0.02 1.00 1.00 U
GWK-AI2021717-009 Temp. Set Point Res. Bd; single-channel; 16.9 kohm Maxum 1 or Il 0.02 1.00 1.00 U
GWK-AI2021717-010 Temp. Set Point Res. Bd; single-channel; 17.4 kohm Maxum 1 or Il 0.02 1.00 1.00 U
GWK-AI2021718-001 Temp. Set Point Res. Bd; single-channel; 17.8 kohm Maxum 1 or Il 0.02 1.00 1.00 U
GWK-AI2021718-002 Temp. Set Point Res. Bd; single-channel; 18.0 kohm Maxum 1 or Il 0.02 1.00 1.00 U
GWK-AI2021718-003 Temp. Set Point Res. Bd; single-channel; 18.2 kohm Maxum 1 or Il 0.02 1.00 1.00 U
GWK-AI2021718-004 Temp. Set Point Res. Bd; single-channel; 18.4 kohm Maxum 1 or Il 0.02 1.00 1.00 U
GWK-AI2021718-005 Temp. Set Point Res. Bd; single-channel; 18.7 kohm Maxum 1 or Il 0.02 1.00 1.00 U
GWK-AI2021718-006 Temp. Set Point Res. Bd; single-channel; 18.8 kohm Maxum 1 or Il 0.02 1.00 1.00 U
GWK-AI2021718-007 Temp. Set Point Res. Bd; single-channel; 19.1 kohm Maxum 1 or Il 0.02 1.00 1.00 U
GWK-AI2021718-008 Temp. Set Point Res. Bd; single-channel; 19.5 kohm Maxum 1 or Il 0.02 1.00 1.00 U
GWK-AI2021718-009 Temp. Set Point Res. Bd; single-channel; 19.6 kohm Maxum 1 or Il 0.02 1.00 1.00 U
GWK-AI2021718-010 Temp. Set Point Res. Bd; single-channel; 20.0 kohm Maxum 1 or Il 0.02 1.00 1.00 U
GWK-AI2021719-001 Temp. Set Point Res. Bd; single-channel; 20.5 kohm Maxum 1 or Il 0.02 1.00 1.00 U
GWK-AI2021719-002 Temp. Set Point Res. Bd; single-channel; 26.1 kohm Maxum 1 or Il 0.02 1.00 1.00 U
GWK-AI2021719-003 Temp. Set Point Res. Bd; single-channel; 14.2 kohm Maxum 1 or Il 0.02 1.00 1.00 U
GWK-AI2021719-004 Temp. Set Point Res. Bd; single-channel; 24.6 kohm Maxum 1 or Il 0.02 1.00 1.00 U
GWK-AI2020158-001 Internal Ethernet Cable Kit Maxum 1 or Il 0.09 NR U

A Mini-coax Ethernet Cable - short 1.00

A Mini-coax Ethernet Cable - long 1.00

N Cable, 10 Base-2, 2ft, 90 degree BNC-90degree BNC 1.00

N Coax Tee 1.00

A Coax Terminator 1.00

A Cable, 4 twisted pair, PVC, cross-pinning 1.00

N Cable, 10BaseT cross-over, 6 in (15cm) 1.00

N Cable, DataNET ANCB to potted fiber optics 1.00
GWK-AI2017912-001 Mini-coax Ethernet Cable - short Maxum 1 or Il 0.02 1.00 NR U
GWK-AI2017912-002 Mini-coax Ethernet Cable - long Maxum 1 or Il 0.02 1.00 NR U
GWK-AI1681011-023 Cable, 10Base-T cross-over 5 feet long Maxum 1 or Il 0.05 1.00 NR U

(For interconnect and 12C ID cables, please see Wiring and Cables
section below.)

Purge Control Module (PCM) and Cooling Fan
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GWK-AI2017792-001 Purge Control Assembly Module (Maxum 1) Maxum 1 0.36 1.00 0.10 1.00 U
GWK-AI2017792-002 Purge Control Module (Maxum II) Maxum I 0.45 1.00 0.10 1.00 U
GWK-AI2017792-003 Purge Control Module, without SVCM air lines (Maxum II) Maxum I 0.45 1.00 0.10 1.00 U
GWK-AI1605001-007 Pressure Switch, 1A SPDT, 1/8-27NPT male Maxum 1 or Il 0.05 1.00 0.05 U
GWK-AI1262000-035 Fan, 24vdc, 0.26amp, modified Maxum 1 or Il 0.34 1.00 0.05 u
Advance Plus
GWK-AI1262000-036 Fan, 5 Vdc, 0.24A, with modifications for Advance Plus Network products 0.20 1.00 NR U
GWK-AI2017907-001 Switch, assembly, SYSCON reset Maxum 1 or Il 0.10 1.00 NR U
GWK-AI2020108-701 Ethernet to Fiber Optic conv. board with cable; for Advance Plus Network products 0.20 Yes 1.00 0.10 1.00 U
(See also Ethernet to Fiber Optic converter for Maxum GC and NAU
in Communications Board Section above.)
For p/n 2017501-006, please see Sensor Near Electronics (SNE)
section below.
GWK-AI2017585-001 Advance Plus SNE to Optichrom adapter board Network products 0.50 Yes 1.00 NR U
GWK-AI2015869-003 ANCB Mounting adapter board Network products 0.40 Yes 1.00 NR U
GWK-AI2017983-001 Power Supply Cable; from Optichrom PS to Advance Plus Door Network products 0.10 1.00 NR U
GWK-AI2017966-001 SYSCON mewmory, SIMM, 8mb flash / 4meg RAM Network products 0.05 1.00 NR U
GWK-AI2021119-001 Cable, Advance Plus SNECON debug Network products U
GWK-AI2017906-002 Cable, Advance Plus SYSCON debug - long Network products U
GWK-AI2017986-001 EMC Shield Network products 0.10 NR u
GWK-AI2020140-001 Advance Plus MMI to SYSCON Cables Network products 0.10 NR U
A Cable, MMI to SYSCON, Advance Plus 1.00
A Clamp, flat cable L3 X W2 PVC RMS-04 2.00
GWK-AI2020141-001 Advance Plus system cable kit Network products 0.20 0.10 U
A Connector, 12 pin, SYSCON circuit board 1.00
N Cable, SYSCON / SNECON adapter 1.00
A Cable, SYSCON power, Advance Plus 1.00
N Cable, SYSCON purge, Advance Plus 1.00
N Cable, Advance Plus mini-Ethernet 2.00
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N Cable, 12C DPM #1 1.00
N Cable, Ground strap, Advance Plus door 2.00
N Cable, 10-Base-T crossover, 6 inch 1.00
A Connector, BNC, Tee, F-F-M 1.00
A Connector, BNC,50 Ohm terminator 1.00
N Cable, 10-Base-2, 10", 90 degree BNC / 90 degree BNC 1.00
A Cable, Data Hiway, short, Advance Plus door 1.00
A Connector, 6 position, Phoenix Combicon plug 1.00
GWK-AI2020142-001 Advance Plus Ethernet bracket assembly (without board) Network products 0.25 NR U
~ Bracket, Ethernet 1.00
A Standoff, 1 1/4" x 6-32, stainless steel 3.00
N Washer, SPR LK,#6 x .245 x .031, stainless steel 3.00
N Screw, 6-32 x 3/8, socket head, stainless steel 3.00
A Circuit Board, ISA extender 1.00
N Screw, 4-40 x 3/16,socket head, stainless steel 2.00
N Screw, 6-32 x 1/4 socket head cap, stainless steel 1.00
N Screw, 4-40 x 3/16", nylon, pan head 2.00
GWK-AI2020143-001 Advance Plus ANCB bracket assembly w/o board or adapter) Network products 0.50 NR U
N Washer, spring lock, #6 x .245 x .031, stainless steel 4.00
N Screw, 6-32 x 3/8,socket head, stainless steel 4.00
N Screw, 4-40 x 3/16,socket head, stainless steel 4.00
N Bracket, communication - top 1.00
A Bracket, communication - bottom 1.00
A Circuit Board, PCI extender 1.00
GWK-AI2020392-701 Kit, RS-232/485 cable, Advance Plus Network products 0.30 NR U
N Cable, RS-232-485 extensions, Advance. Plus 1.00
N Clamp, cable, C-type, adhesive backed 4.00
Expo Automatic Purge Control Unit (APU) for Original
Maxum
GWK-AI1255001-032 Timer restrictor (APU) Maxum 1 0.14 1.00 0.50 U
GWK-AI1255001-033 Flow sensor (APU) Maxum 1 0.14 1.00 0.50 U
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GWK-AI1255001-034 Minimum pressure sensor (APU) Maxum 1 0.14 1.00 0.50 U
GWK-AI1672009-007  Timer valve (APU) Maxum 1 0.03 1.00 0.50 u
GWK-AI1282001-010 In-line filter (APU) Maxum 1 0.01 1.00 0.50 U
GWK-AI1672009-008 Non-return valve (APU) Maxum 1 0.01 1.00 0.50 u
GWK-AI1422000-006 Indicator, alarm - pressurized (APU) (Red/Green) Maxum 1 0.02 1.00 0.20 U
GWK-AI1422000-007 Indicator, purge (APU) (Black/Amber) Maxum 1 0.02 1.00 0.20 U
GWK-AI1460700-002 Pneumatic OR-gate (APU) Maxum 1 0.01 1.00 0.20 U
GWK-AI1460700-003 Pneumatic YES-gate (APU) Maxum 1 0.03 1.00 0.20 u
GWK-AI1461000-024 Regulator, R06, 0-7 bar (APU) Maxum 1 0.20 1.00 NR U
GWK-AI1333011-004  Limit switch, EEx-d with cable (APU) Maxum 1 0.09 1.00 NR u
See "Gonnheimer" section below for power relay 1517000-004.
GWK-AI2020264-001  CE Installation Kit Maxum 1 0.40 NR u
A EMI grounded cable fitting kit, 1/2" conduit 3.00
A Filter, ferrite, split core, round cable, 31MTL 1.00
A Coupler, RJ-45 (8x8), Screened, shielded 1.00
N Coupler plate, gateway 1.00
A Filter, ferrite, split core for round cable 2.00
N Cable,10baseT, Category 5, shielded, 2ft, RJ-45, M-M 1.00
" Housing, Ethernet EMC 1.00
~ Cover, Ethernet EMC 1.00
A Washer, M3, helical spring lock, stainless steel 2.00
N Screw, M3x 6, socket head cap, stainless steel 2.00
Gonnheimer Automatic Purge Control Unit (APU) for
Maxum |l
GWK-AI1226011-005 APU, 115 vac, without enclosure Maxum Il 4.50 U
GWK-AI1302002-005 Fuse, EX, 115vac, 315MA Maxum Il 0.20 0.20 200 U
GWK-AI1226011-006 APU, 230 vac, without enclosure Maxum Il 4.50 U
GWK-AI1302002-006 Fuse, EX, 230 vac, 200MA Maxum Il 0.20 0.20 200 U
GWK-AI2021396-001 Switch, APU cable / Switch / LED Maxum Il 0.40 U
GWK-AI1226011-007 Disconnector unit, 8 Relays, 110-230 vac Maxum 11 (s) 0.20 U
GWK-AI1226011-008 Disconnector unit, 16 Relays, 110-230 vac Maxum 11 (s) 0.20 U
GWK-AI1517000-004 Relay, module EEx-me, 4-pole NO (Power) Maxum 1 or Il 0.63 1.00 NR U
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GWK-AI1517000-003 Relay, module EEx-me, 8-pole NO (Signal) Maxum 1 or Il (s) 0.27 1.00 NR U
GWK-AI2021707-002 High pressure regulator assembly for Gonnheimer APU Maxum I 1.50 1.00 NR U
GWK-AI2020120-001 KIT, APU, proportional valve 115 volt Maxum Il 0.90 0.10 1.00 U
N Cable, 115V proportional valve modified
A Fitting, male elbow 3/8 T X 1/4 S-1ISO male
N Washer, Teflon .75 OD X .525ID X .031
" Plate, proportional valve
N Gasket, proportional valve Plate
GWK-AI2020120-002 KIT, APU, proportional valve 230V Maxum Il 0.90 0.10 1.00 U
N Cable, 230 V proportional valve modified
A Fitting, male elbow 3/8 T X 1/4 S-1ISO male
N Washer, Teflon .75 OD X .525 ID X .031
" Plate, proportional valve
N Gasket, proportional valve Plate
Oven Entry Feed Through (OEFT)
NN Discontinued; original universal version Feed through Price not available 1.86 Yes 1.00 0.10 1.00 U
GWK-AI2015966-005 Module, Feed-Thru, original version but no AC for FID heater Maxum 1 1.85 Yes 0.10 1.00 U
GWK-AI2015966-002 Feed-thru; Version 2; used for TCD only Maxum 1 1.85 Yes 0.10 1.00 U
GWK-AI2015966-003 Feed-thru; Version 2; used for FID without heater Maxum 1 1.85 Yes 0.10 1.00 U
GWK-AI2015966-004 Feed-thru; Version 2; used for FID with heater Maxum 1 1.85 Yes 0.10 100 U
GWK-AI2021600-001 Module, special version for FID in high-temperature oven Maxum 1 1.85 Yes 0.10 1.00 U
GWK-AI2020103-701 Feed-thru assembly; replacement kit, TCD applications Maxum 1 2.00 Yes 0.10 1.00 U
Feed-thru; Version 2; used for TCD only 1.00
Signal Cable Detector side 2.00
Adapter 1.00
GWK-AI2020104-701 Feed-thru assembly; replacement kit, FID app'ns below 160 C Maxum 1 2.00 Yes 0.10 1.00 U
Feed-thru; Version 2; used for FID without heater 1.00
Adapter 1.00
Signal Cable Detector side 1.00
Bias cable Detector side 1.00
Signal Cable electronics 1.00
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Bias Cable Electronics 1.00

Thermocouple, FID Il 1.00
GWK-AI2020105-701 Feed-thru ass'y; replacement kit, heated FID app'ns below 160 C Maxum 1 2.00 Yes 0.10 1.00 U

Feed-thru; Version 2; used for FID with heater 1.00

Adapter 1.00

Signal Cable Detector side 1.00

Bias cable Detector side 1.00

Signal Cable electronics 1.00

Bias Cable Electronics 1.00

Thermocouple, FID Il 1.00

RTD Assembly 1.00

RTD Assembly 1.00

Contact, female 2.00

Jumper wire 0.30
GWK-AI2020106-701 Feed-thru ass'y; replacem't kit, unheated FID app'ns above 160 C Maxum 1 2.00 Yes 0.10 1.00 U

Module, special version for FID in high-temperature oven 1.00

Adapter 1.00

Bias cable Detector side 1.00

Signal Cable electronics 1.00

Bias Cable Electronics 1.00

Thermocouple, FID Il 1.00
GWK-AI1681011-013 Cable, Flex, Laminated, 30 conductor, shielded Maxum 1 0.05 1.00 NR U
GWK-AI2017596-001 Cable, heater to sensor near module - short Maxum 1 or Il 0.05 1.00 NR U
GWK-AI2017596-002 Cable, heater to sensor near module - long Maxum 1 0.05 1.00 NR U
GWK-AI2017606-001 Cable, Feed-thru to detector Maxum 1 U
GWK-AI2017619-001 Cable, FID signal Maxum 1 U
GWK-AI2017619-002 Cable, FID signal, no FID heater Maxum 1 U
GWK-AI2017761-001 Cable, FID, high voltage Maxum 1 U
GWK-AI2017909-001 Cable, temp. sense, DPM to OEFT, Channel 2 Maxum 1 or Il U
GWK-AI2017910-001 Cable, FID Detector Personality Module to OEFT bias Maxum 1 U
GWK-AI2017911-001 Cable, FID Detector Personality Module to OEFT signal Maxum 1 U
GWK-AI2017920-002 Thermocouple, FID Il Maxum 1 0.10 No 0.10 1.00 U
GWK-AI2017990-001 Cable from PECM to methanator, MAT, or SLIV Maxum 1 or Il U
GWK-AI2020902-001 Feed-thru Flex Cable (PCBA) Maxum 1 or Il U
GWK-AI2020910-001 PCBA, OEFT adapter Maxum 1 0.50 No 0.10 1.00 U
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GWK-AI2021236-001 Cable, FID, high voltage, FID2 / OEFT2 Maxum 1 U
GWK-AI2021237-001  Cable, FID, signal, FID2 / OEFT2 Maxum 1 u
GWK-AI2021270-001 Cable, FID, signal, FID2 / OEFT1 Maxum 1 U
GWK-AI2021271-001  Cable, FID, signal, FID1/OEFT2 Maxum 1 u
GWK-AI2021272-001 Cable, FID, high voltage, FID2 / OEFT1 Maxum 1 U
GWK-AI2021273-001  Cable, FID, High Voltage, FID1/ OEFT2 Maxum 1 0.20 No 0.10 1.00 U
GWK-AI2021274-001 Cable, TC detector to TCD / OEFT2 Maxum 1 U
GWK-AI2021275-001 Cable, electrometer, signal, SMA, DPM2 / OEFT2 Maxum 1 0.20 No 0.10 1.00 U
GWK-AI2021276-001 Cable, ignition, DPM, glow plug Maxum 1 U
GWK-AI2021277-001  Cable, high voltage, DPM2 / OEFT2 Maxum 1 u
GWK-AI2021278-001 Cable, high voltage, DPM2 / OEFT1 Maxum 1 U
GWK-AI2021279-001  Cable, High Voltage, DPM1 / OEFT2 Maxum 1 0.20 No 0.10 1.00 U
Sensor Near Electronics (SNE)

GWK-AI2020963-001 Discontinued. Replace with 2022008-701 Price not available 0.30 Yes 0.10 1.00 U
GWK-AI2020960-004 Discontinued. Replace with 2020960-003 Price not available 0.20 Yes 0.10 1.00 U
GWK-AI2020960-005 Discontinued. Replace with 2020960-003 Price not available 0.20 Yes 0.10 1.00 U
GWK-AI2017500-005 Discontinued. Replace with 2017501-006 plus 2021753-001 Price not available 0.75 Yes 1.00 0.10 1.00 U
GWK-AI2017501-006 SNECON Sensor Near Electronics Board, Version 3, without cage Maxum 1 or Il or Adv. Plus 0.40 Yes 1.00 0.30 1.00 U
GWK-AI2021753-001 Unshielded SNE Metal Housing Maxum 1 or Il or Adv. Plus 0.30 No 1.00 NR U
GWK-AI1330001-069 16 Mbyte DRAM module for SNECON Maxum 1 or Il or Adv. Plus 0.05 No 1.00 NR U
GWK-AI2017973-001 Discontinued. Replace with 2022008-701 plus 2020960-003 Price not available 0.18 Yes 1.00 0.10 1.00 U
GWK-AI2017973-002 Discontinued. Replace with 2022008-701 plus 2020960-003 Price not available 0.18 Yes 1.00 0.10 1.00 U
GWK-AI2017973-003 Discontinued. Replace with 2022008-701 plus 2020960-001 Price not available 0.18 Yes 1.00 0.10 1.00 U
GWK-AI2017974-801 Discontinued. Replace with 2021232-001 Price not available U
GWK-AI2021797-001 TCD Personality Module with Shield / Connector Board with TC Maxum I 0.40 Yes 1.00 0.10 1.00 U
GWK-AI2021797-002 TCD Personality Module with Shield / Connector Board without TC ~ Maxum |l 0.40 Yes 1.00 0.10 1.00 U
GWK-AI2021232-001 TCD Personality Module (DPM) Board (Version 3) Maxum 1 or Il 0.18 Yes 0.10 1.00 U
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N T Detector Personality Module with shield, with Temp. Ctrl 1.00

N Feed-through cable adapter 1.00

N Cable, flex, laminated, 30 conducto, 6inch, shielded 1.00

" Feed-through flex cable adapter 1.00

A Heater termination plug 2.00

~ Cable, Heater / Sensor Near 2.00
NN Detector Personality Module, Base Assembly Maxum 1 or Il 0.35 Yes 0.10 1.00 U

" Base DPM with Shield / Connector Board 1.00

N Heater / SNE cable (used with early versions of Maxum 2) 2.00

N New style, reduced-size SNE metal housing 1.00

N M3 x 6 screws, Socket Heat, Stainless Steel 2.00

" Flex cable (old style feed through connectors, Maxum 1) 1.00

" Flex cable adapter (to adapt old and new style Max 1) 1.00

" Flex cable (new style feed through connectors, Maxum 1) 1.00

" High Voltage Cable (used with original Feed-thru, Max 1) 1.00

" High Voltage Cable (used with newer Feed-through, Max1) 1.00

N Glow plug Adapter Cable (used with Maxum 2) 1.00

A Signal cable (used with Maxum 1) 1.00

A Signal cable (used with Maxum 2) 1.00
GWK-AI2020960-003 DPM Mezzanine for FID; 1 nA /20 nA dual range Maxum 1 or Il 0.20 Yes 0.10 1.00 U
GWK-AI2020960-001 DPM Mezzanine for FID; 200pa range (special, high sensitivity) Maxum 1 or Il 0.20 Yes 0.10 1.00 U
GWK-AI2021328-002 DPM Mezzanine for FID; 100nA / 1000nA dual high range Maxum I 0.20 Yes 0.10 1.00 U
GWK-AI2021328-003 DPM Mezzanine for FPD; 100 nA single range; 0.18 Hz bandwidth Maxum I 0.20 Yes 0.10 1.00 U
GWK-AI2021328-001 DPM Mezzanine for FPD; 100 nA single range Maxum I 0.20 Yes 0.10 1.00 U
GWK-AI2021798-001 Filament Detector Personality Module with shield, connector board ~ Maxum Il 0.75 1.00 0.10 1.00 U
GWK-AI2020988-002 Temperature Controller - Personality Module Maxum I 0.02 Yes 1.00 0.10 1.00 U
GWK-AI1901614-001 DPM Mezzanine plug; for Filament Detector only Maxum I 0.05 U
GWK-AI2021344-001 DPM connector board assembly Maxum I 0.20 U
GWK-AI2021689-001 DPM Ignition Cable extension Maxum I 0.10 U
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(For interconnect and 12C ID cables, please see Wiring and Cables
section below.)
Wiring and Cables
(See also "Oven Entry Feed-Thru" section above.)
(See also Solenoid Valve Control Module section.)
GWK-AI2020148-001 Detector Cable Kit Maxum 1 0.14 0.20 1.00 U
N Cable, temp. sense, DPM to OEFT, Channel 2 1.00
N Cable, FID Detector Personality Module to OEFT bias 1.00
A Cable, FID Detector Personality Module to OEFT signal 1.00
N Cable, 12C Detector Personality Module #1 1.00
A Cable, 12C Detector Personality Module #2 1.00
~ Cable, Feed-thru to Detector 2.00
A Cable, FID signal 1.00
N Cable, FID, high voltage 1.00
N Assembly, Thermocouple, flame sense for FID 1.00
" Insertion / Extraction pin and socket tool 1.00
Cable, Flex, Laminated, 30 conductor, shielded 2.00
GWK-AI2020175-001 Detector Personality Module Installation Kit Maxum 1 or Il 0.12 0.50 1.00 U
" Plug, heater termination 2.00
N Cable, heater to sensor near module - short 2.00
N Cable, heater to sensor near - long 2.00
A Screw, M3-0.5 x 8mm, button head, nylon, Phillips 4.00
A Latch, Nylon, Mini-mounting button 4.00
A Cable, 12C, SNE to TCD with ID-1 1.00
A Cable, 12C, SNE to TCD with ID-2 1.00
A Cable, 12C, SNE to TCD with ID-3 1.00
GWK-AI2017920-001 Assembly, Thermocouple, flame sense for FID Maxum 1 0.30 1.00 NR U
GWK-AI2021336-001 Cable, Assy, Ml 4-Wire (Filament Detector) Maxum I 0.05 1.00 NR U
GWK-AI2021694-001 FID Signal Cable (Maxum 1) Maxum I 0.05 1.00 0.10 1.00 U
GWK-AI2017964-001  Cable, I2C, SNE to TCD with ID-1 Maxum 1 or Il 0.05 1.00 NR u
GWK-AI2017964-002  Cable, 12C, SNE to TCD with ID-2 Maxum 1 or Il 0.05 1.00 NR U
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GWK-AI2017964-003 Cable, 12C, SNE to TCD with ID-3 Maxum 1 or Il 0.05 1.00 NR U
GWK-AI2021756-001 Cable, Module ID #1 Plug Maxum I 0.05 1.00 NR U
GWK-AI2021756-002 Cable, Module ID #2 Plug Maxum Il 0.05 1.00 NR U
GWK-AI2021756-003 Cable, Module ID #3 Plug Maxum I 0.05 1.00 NR U
GWK-AI2021756-004 Cable, Module ID #4 Plug Maxum Il 0.05 1.00 NR U
GWK-AI2021757-001 Cable, 12C Module Maxum I 0.05 1.00 NR U
GWK-AI2021758-001 Cable, EPC I2C Module Maxum Il 0.05 1.00 NR U
GWK-AI2021759-001 Cable, Heater Control, 500mm Maxum I 0.05 1.00 NR U
GWK-AI2021759-003 Cable, Heater Control, 1100mm Maxum Il 0.06 1.00 NR U
GWK-AI2017672-001 Cable, 4 Cell Filament Detector Maxum I 0.20 1.00 NR U
GWK-AI2022003-001 Module ID cable # 21, Green Maxum Il 0.20 1.00 NR U
GWK-AI2022003-002 Module ID cable # 22, Blue Maxum Il 0.20 1.00 NR U
GWK-AI2022003-003 Module ID cable # 23, Violet Maxum Il 0.20 1.00 NR U
GWK-AI2022004-001 Module ID cable # 31, Gray Maxum Il 0.20 1.00 NR U
GWK-AI2022004-002 Module ID cable # 32, White Maxum Il 0.20 1.00 NR U
GWK-AI2022004-003 Module ID cable # 33, Black Maxum Il 0.20 1.00 NR U
GWK-AI2022005-001 Module ID cable # 41, White/Black Maxum Il 0.20 1.00 NR U
GWK-AI2022005-002 Module ID cable # 42, White/Red Maxum Il 0.20 1.00 NR U
GWK-AI2022005-003 Module ID cable # 43, White/Brown Maxum I 0.20 1.00 NR U
Thermal Conductivity Detector (TCD)

GWK-AI2020168-001 TCD Block Assembly with Screws (original Maxum) Maxum 1 0.44 0.05 U

" Detector, thermistor, 4 cell 1.00

N Screw, M4x20, socket head, stainless steel 4.00
GWK-AI2020169-001 TCD Element with Screws (original Maxum) Maxum 1 0.02 0.50 1.00 U

N PCBA, TCD, matched pair with elements; 2 board set 1.00

A Screw, M4x10, socket drive, button head 2.00

N Washer, M4, helical spring lock, stainless steel 2.00

N Washer, M4, flat, stainless steel 2.00

N O-ring, size 006, Viton 4.00
GWK-AI2020163-001 Discontinued; diverters and inserts listed separately Price not available 0.02 0.50 1.00 U
GWK-AIB02173 Flow diverter; use with thermistor beads Maxum 1 or Il ]
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GWK-AI2000717-001 Low volume insert; use with low volume filaments Maxum 1 or Il 0.01 2.00 NR U
GWK-AI2000717-002 Low volume insert; use with low volume filaments Maxum I 0.01 2.00 NR U
GWK-AI2021122-001 2-cell Filament Detector assembly complete (Maxum edition II) Maxum I U
GWK-AI2020379-701 2-cell Filament Detector Repair Kit (Maxum edition Il) Maxum I 0.90 0.30 1.00 U

A Insert, TCD-3 Thermistor Model 6 (2 pieces)

A O-ring, size 006, 1/8" ID x 1/16", viton (2 pieces)

A 2-cell Filament Board

N Washer, M4, flat, stainless steel

N Washer, M4, helical spring lock, stainless steel

N Screw, M4X10, socket button head cap, stainless steel
GWK-AI2021016-002 2-cell Filament Board; gold plated elements Maxum I 0.90 0.30 1.00 U
GWK-AI2017673-001 4 cell filament detector assembly, complete Maxum I 2.50 1.00 NR U
NN Filament Block Maxum I 1.75 1.00 NR U
GWK-AI2020176-001 TCD-2 Thermistor Bead Kit (Maxum edition Il and Applet Modules)  Maxum |l 0.10 0.10 1.00 U

A 30kohm Thermistor bead matched 2-board set (4 beads) 1.00

N Screw, M4x10, socket button head cap, stainless steel 2.00

N Washer, M4, helical spring lock, stainless steel 2.00

N Washer, M4, flat, stainless steel 2.00

" O-Ring, size 006, 1/8 ID X 1/16, Viton 4.00
NN Complete Assembly, 8-cell Thermistor Detector Block Maxum I 5.00 1.00 NR U

Applet Module
(Consult factory for quotation for complete Applet Modules.)

GWK-AI2017642-001 12-position gas mating manifold, oven half Maxum 1 or Il 0.25 1.00 NR U
GWK-AI2017641-001 12-position gas mating manifold, module half Maxum 1 or Il 0.25 1.00 NR U
GWK-AI2017678-001 Model 50-SSO 10-port valve with integral sample shut-off Maxum 1 or Il 0.25 1.00 NR U
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(For Model 50 valve without integral sample off,
and for Model 50 valve repair kit -
see Model 50 section under "Valves" tab.)

GWK-AI2017682-001 Applet Module Feed-through Maxum 1 0.50 1.00 NR U
GWK-AI2017638-001 Module mounting and connection block assembly (Maxum 1) Maxum I 0.30 1.00 NR U
GWK-AI2017648-001 Electrical connection ass'y for thermistor detector module (Max II) Maxum I 0.20 1.00 NR U

(See "TCD Section" for thermistor detector repair kits and individual

items.)
GWK-AI2021240-001 Flow Restrictor #1 Maxum 1 or |l 0.05 1.00 NR U
GWK-AI2021241-001 Flow Restrictor #2 Maxum 1 or Il 0.05 1.00 NR U
GWK-AI2021105-001  Sample Loop Tube; 0.030 in Maxum 1 or lI 0.05 1.00 NR U
GWK-AI2021239-001 Sample Loop Tube; 0.020 in Maxum 1 or Il 0.05 1.00 NR U
GWK-AI2021239-002 Sample Loop Tube; 0.020 in; 20cm Maxum 1 or Il 0.05 1.00 NR U
GWK-AI2021239-003 Sample Loop Tube; 0.020 in; 30cm Maxum 1 or Il 0.05 1.00 NR U
GWK-AI2021239-004 Sample Loop Tube; 0.020 in; 15cm Maxum 1 or Il 0.05 1.00 NR U
GWK-AI2021243-001 Column, Haysep N 100/120 x .25m Maxum 1 or Il 0.10 1.00 1.00 U
GWK-AI2021243-002  Column, Haysep N 100/120 x .0.5m; Column #1 Maxum 1 or Il 0.10 1.00 100 U
GWK-AI2021243-003 Column, Haysep N 100/120 X 2.0m; Column #2 Maxum 1 or |l 0.10 1.00 1.00 U
GWK-AI2021244-001  Column, Molesieve 5A 100/120 Maxum 1 or |l 0.10 1.00 100 U
GWK-AI2021245-001  Column, 1.2% TCEP Unibeads 80/120 Maxum 1 or |l 0.10 1.00 100 U
GWK-AI2021245-002  Column, 1.2% TCEP Unibeads 80/120; 1.0m Column #2A Maxum 1 or Il 0.10 1.00 100 U
GWK-AI2021246-001 Column, 6.6% Carbowax 20M on 80/120 Carboblack B Maxum 1 or Il 0.10 1.00 1.00 U
GWK-AI2021246-002 Column, 6.6% Carbowax 20M on 80/120 Carboblack B; 3.0m Maxum 1 or || 0.10 1.00 1.00 U

Column #2
GWK-AI2021247-001 Column, Sorbital Chrom 750 on Carboblack Maxum 1 or Il 0.10 1.00 100 U
GWK-AI2021248-001  Column, 1% TCEP Carboblack B on 80/120 Maxum 1 or |l 0.10 1.00 100 U
GWK-AI2021249-001  Column, 1.2% TCEP on 80/120 Unibeads and 23% BEEA on 100/120 Maxum 1 or Il 0.10 1.00 1.00 U

Silcoport
GWK-AI2020185-001  Column, 1/8" OD x 0.02 wall, 6.6% Carbowax 20M Maxum 1 or Il 0.10 1.00 100 U
GWK-AI2020186-001  Column, 1/8" OD x 0.02 wall, 23 wt% BEEA Maxum 1 or |l 0.10 1.00 100 U
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GWK-AI2021651-001 FID 302A Assembly; with 0.25mm inlet tube; complete without heater Maxum Il 6.00 1.00 U
(Maxum II)
GWK-AI2021651-002 FID 302A Assembly; with 0.38mm inlet tube; standard; complete Maxum Il 6.00 1.00 U
without heater (Maxum 1)
GWK-AI2021651-003 FID 302A Assembly; with 0.38mm inlet tube; sulfur inert, complete Maxum I 6.00 1.00 U
without heater (Maxum 1)
GWK-AI2021266-001 Heater assembly for FID and FPD, 115vac (Maxum II) Maxum I 3.00 1.00 U
GWK-AI2021266-002 Heater assembly for FID and FPD, 230vac (Maxum 1) Maxum I 3.00 1.00 U
GWK-AI2021650-001 FID 302A Assembly, with 0.38" mm insert; complete with cover and ~ Maxum II 6.00 1.00 U
heater; 115vac (Ref. 2021651-002)
GWK-AI2021665-001 Ignition module for FID (Maxum 1) Maxum I 1.00 1.00 U
GWK-AI2021388-003 FID Combustion Air Restrictor, Stainless Steel (Maxum II) Maxum I 0.30 1.00 U
GWK-AI2021388-002 FID Admixed Air Restrictor, Stainless Steel (Maxum II) Maxum I 0.30 1.00 U
GWK-AI2021388-001 FID Hydrogen Restrictor, Stainless Steel (Maxum II) Maxum I 0.30 1.00 U
GWK-AI2021347-002 Discontinued. Replaced by 2021347-005 Price not available U
GWK-AI2021347-004  FID 302A Flame arrestor assembly; 205 x .38 ID Maxum I 0.20 1.00 U
GWK-AI2021347-005 FID 302A Flame arrestor assembly; 92.5 x .25 ID Maxum Il 0.20 1.00 U
GWK-AI2021347-006 FID 302A Flame arrestor assembly, sulfur inert; 205 x .38 ID Maxum I 0.20 1.00 U
GWK-AI2021366-001 Discontinued. Replace with 1460001-030 Price not available U
GWK-AI1622001-020 RTD, Push-in Style for FID and methanator temperature sense Maxum I 0.10 1.00 0.10 1.00 U
(Maxum II)
GWK-AI1621004-015 Discontinued. Replaced by 1621004-019 Price not available 0.30 1.00 0.20 1.00 U
GWK-AI1621004-019 Heater cartridge for FID and FPD, 1", 115V (Maxum II) Maxum I 0.30 1.00 0.20 1.00 U
GWK-AI1621004-017 Heater cartridge for FID and FPD, 1", 230V (Maxum II) Maxum I 0.30 1.00 0.20 100 U
GWK-AI1621004-008 Heater cartridge for FID, 1", 115V (Maxum 1) Maxum 1 0.30 1.00 0.20 1.00 U
GWK-AI1621004-007 Heater cartridge for FID, 1", 230V (Maxum 1) Maxum 1 0.30 1.00 0.20 100 U
GWK-AI2020133-701 Discontinued. Replace with 2020133-001 Price not available U
GWK-AI2020133-001 CSA Flame Arrestor Kit Maxum I 0.10 NR U
~ Top Bushing 1.00
A Snubber 1.00
~ Washer 1.00
GWK-AIF04100 FID Collector Maxum I 0.05 1.00 U
GWK-AI2020387-701 Repair Kit, FID Seal (Maxum II) Maxum I 0.30 0.20 100 U
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N Seal, FID Teflon
A Seal, FID Graphite, Large ID
N GASKET, FID PROTECTIVE PIPE
GWK-AI2020388-701 Repair Kit, FID Filter (Maxum II) Maxum I 0.40 0.20 1.00 U
A Filter, FID
A Retainer, FID Filter, Small
" Retainer, FID Filter, Large
GWK-AI2020389-701 Repair Kit, FID Quartz jet (Maxum II) Maxum I 0.30 0.20 1.00 U
~ Jet, FID, Quartz
" Ferrule, grapite, 3mm 1/8"
A Ferrule, pressure, 3mm, 1/8"
" Ferrule, outer
~ Nut, FID burner
GWK-AI2017613-001 Detector, FID, plus 2 cell 50 micro-liter TCD Maxum 1 4.26 1.00 0.05 U
GWK-AI2017613-002 Detector, FID, plus 2 cell 25 micro-liter TCD Maxum 1 4.26 1.00 0.05 U
GWK-AI2017613-003 Detector, FID, plus 2 cell 50 micro-liter TCD; heated Maxum 1 4.26 1.00 0.05 U
GWK-AI2017613-004 Detector, FID, plus 2 cell 25 micro-liter TCD; heated Maxum 1 4.26 1.00 0.05 U
GWK-AI2020170-001 FID Filament with Screws Maxum 1 0.03 0.20 U
A PCBA, TCD, with filament elements 1.00
N Screw, M4x10, socket drive, button head 2.00
A O-ring, size 006, Viton 2.00
GWK-AI1460001-030 Flame Arrestor with o-ring; CSA conformance Maxum 1 or Il 0.05 1.00 0.50 1.00 U
GWK-AI2017941-001 Flame Arrestor with o-ring; CENELEC conformance Maxum 1 or Il 0.26 1.00 0.50 1.00 U
GWK-AI2020159-001 FID Repair Kit - Internal Maxum 1 0.05 0.50 1.00 U
N Washer, M3, helical spring, lock 5.00
A Washer, M3, flat 5.00
N Screw, M3x8, glow plug 1.00
A Glow plug 1.00
A Connector, ferrule, glow plug 1.00
A Connector, sleeve, glow plug 1.00
~ Nut, thermo-couple, 1/16", Valco 1.00
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A Fitting, front ferrule, 1/16" 1.00
A Fitting, back ferrule, 1/16" 1.00
" Collector 2.00
" Screw, FID collector mounting 2.00
A Mounting plate, FID Collector 1.00
~ Bushing, FID collector mount 2.00
A Nut, M3 2.00
N O-ring, burner chamber cover 1.00
A O-ring, size 006, Viton, bushing internal 2.00
N O-ring, size 009, Viton, bushing external 2.00
A Baffle, ceramic, FID 1.00
GWK-AI2020160-001 FID Repair Kit - External Maxum 1 0.10 0.50 1.00 U
N O-ring, size 011, Viton 2.00
A Airinlet 1.00
N Flame arrestor with o-ring 1.00
A FID, hydrogen inlet assembly 1.00
~ Filter disc, 1/4" diameter, 40 micron 2.00
GWK-AI2020162-001 FID Heater Kit with Tool Maxum 1 0.05 0.10 1.00 U
A RTD for FID block temperature control 2.00
~ Heater element for FID 1.00
A Insertion and extraction pin and socket tool 1.00
GWK-AI2021723-001 Not Released for Sale Price not available U
GWK-AI2021737-001 Assembly, Seal with igniter board Maxum I 3.00 1.00 U
GWK-AI2022006-001 FID collector centering tool Maxum I 0.40 1.00 U
GWK-AI2022006-002 FID collector leveling tool Maxum I 0.40 1.00 U
Flame Photometric Detector (FPD)
GWK-AI2020125-701 FPD Igniter Repair Kit Maxum I U

A Igniter, Compur FID, with copper seal

FPD Ignitor Cable

Feed Through, Hermetically sealed; 1/16" NPT
Glow plug connector sleeve, FID / FPD

> > >
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" Glow plug connector collet, FID / FPD
N Ring lug, #6, 14-16 awg, high temperature
N Washer, M3, helical locking spring, Stainless Steel
N Screw, M3x8, socket head cap, Stainless Steel
A Solder cup terminal, for .040" diameter pin
N Wire,18 awg,19x30, red Teflon, CSA
GWK-AI2020126-701 FPD quartz insert W/ O-ring Maxum I U
A insert, FPD quartz,
" O-ring, SIZE -022, 1"ID,1-1/8"0D, 1/16"W
GWK-AI2020127-701 FPD flame arrestor W/ washer Maxum I U
N FID/FPD Flame Arrestor
N Washer, flat .720"od x .535"id x .040" thick
GWK-AI2020128-701 FPD, column inlet, 0.38ID W/ washer Maxum I U
A Column inlet / Flame arrestor, FPD, 0.38id
N Washer, flat .500"0d x .325"id x .040" thick
GWK-AI2020128-702 FPD, column inlet, 0.25ID W/ washer Maxum Il U
A Column inlet / Flame arrestor, FPD, 0.25"id
N Washer, flat .500"0d x .325"id x .040" thick
GWK-AI2020129-701 FPD, light pipe assembly with O-ring Maxum I U
N FPD, light pipe assembly
N O-ring, Size 010, 1/4id x 3/8od, Viton
GWK-AI2021656-001 Complete Assembly, FPD, 115 vac Maxum I U
GWK-AI2021656-002 Complete Assembly, FPD, 230 vac Maxum Il U
GWK-AI2021655-001 Assembly, FPD Detector without heater and covers Maxum I U
GWK-AI2017625-001 Fitting, 1/4 x 1/4 NPT with Purge Coil Maxum I 0.10 1.00 NR U
GWK-AI2021388-005 Restrictor tube assembly; FPD; air Maxum I U
GWK-AI2021388-004 Restrictor tube assembly; FPD; hydrogen Maxum I U
GWK-AI1270003-001 Discontinued. Replaced by 1270005-001 Price not available U
GWK-AI1270005-001 Photomultiplier Tube module Maxum I 3.00 1.00 0.50 1.00 U
GWK-AI2017959-001 Heater termination plug Maxum I U
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-- "Sensor Near Electronics" section
A 2021344-001; DPM Connector Board
N 2020963-001; Base DPM
A 2021328-001; 100na/ 1000na dual range amplifier board
N 2021689-001; DPM extension for ignition cable
-- "Flame lonization Detector" section
A 1622001-020; RTD, Push-in Style for temp. sense (Max II)
N 2021266-001; Heat. ass'y for FID and FPD, 115vac (Max Il)
N 2021266-002; Heat. ass'y for FID and FPD, 230vac (Max Il)
-- "Oven Entry Feed Through" section
A 2020902-001; OEFT flexible cable to PCB
-- "Valves" tab; "Heater and Mounting for SLIV" section
A 1621004-012; Heater cartridge for FID, 1", 115V (Maxum II)
N 1621004-011; Heater cartridge for FID, 1", 230V (Maxum II)
Mechanical regulators, gauges and pneumatics
GWK-AI2021637-001 Regulator & Gauge, Module 0-30 (Maxum II) Maxum I 0.30 0.05 1.00 U
GWK-AI2021638-001 Regulator & Gauge, Module 0-160 (Maxum II) Maxum Il 0.30 0.05 1.00 U
GWK-AIG74000 Gauge, 0-30psi; 2.5", 1/4"cbm, Brass, Glass Maxum 1 or Il 0.15 NR U
GWK-AI2020172-001 Gauge Kit Maxum 1 or Il 0.30 NR U
N Gauge, 0-30 psi,1-1/2 dia, 1/8" NPT back mount 1.00
N Gauge, 0-60 psi,1-1/2 dia, 1/8" NPT back mount 1.00
N Gauge, 0-100 psi,1-1/2 dia, 1/8" NPT back mount 1.00
" Bracket, Gauge, pneumatic enclosure 1.00
~ Screw, flat head, M3 x 10 2.00
GWK-AI2020173-001 Pneumatic Enclosure Cover Kit Maxum 1 2.24 NR U
" Cover, front, pneumatic enclosure 1.00
N Cover, rear, pneumatic enclosure 1.00
" Bracket, regulator, side option, pneumatic enclosure 1.00
" Bracket, regulator, custom, pneumatic enclosure 1.00
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GWK-AI1465004-002 Gauge, 30-0"HG VAC, 2-1/2" dial, 1/4 NPT, stainless steel Maxum 1 or Il 0.40 1.00 NR U
GWK-AI2015980-001 Regulator, Wilkerson R09-dual with gauge, fittings Maxum 1 0.86 1.00 0.10 1.00 U
GWK-AI2015981-001 Regulator, Wilkerson R08, 0-100 psi with gauge, fittings Maxum 1 0.47 1.00 NR U
GWK-AI2015982-001 Regulator, Wilkerson R09-single 0-30 psi with gauge, fittings Maxum 1 0.42 1.00 NR U
GWK-AI2015982-002 Regulator, Wilkerson R09-single 100 psi with gauge, fittings Maxum 1 0.42 1.00 NR U
GWK-AI2015982-004 Regulator, Wilkerson R09, 0-100 psi with fittings Maxum 1 0.35 1.00 0.10 1.00 U
GWK-AI2021638-002 Regulator Assembly for secondary valve air Maxum I 1.00 1.00 NR U
GWK-AI1461004-005 Regulator, Dome-Loaded SSTL 1-60 psi (Veriflo) for Total Sulfur Maxum I 2.00 1.00 0.10 1.00 U
GWK-AI2021782-001 Masoneilan Regulator Assembly with guage, 0-100 psi Maxum I 2.00 1.00 NR U
GWK-AI2021782-002 Masoneilan Regulator Assembly with guage, 0-60 psi Maxum I 2.00 1.00 NR U
GWK-AI2020981-001 Masoneilan Regulator Assembly 0-100 PSI (Reg. p/n R40525) Maxum 1 or 2 0.60 1.00 NR U
GWK-AI2020981-002 Masoneilan Regulator Assembly 0-60 PSI (Reg p/n 1461007-003) Maxum 1 or 2 0.60 1.00 NR U
Oven heaters, metering valves and sample off (SSO)
valve

GWK-AI2021284-001 Airbath Heater Assembly, Version 2 (Farnam) Maxum I 1.66 1.00 0.05 1.00 U
GWK-AI1621000-021 Not available; Use 2021284-001 Price not available U
GWK-AI1461000-026 Probe, Dual RTD, Airflow 100 ohm with bend Maxum Il 0.30 1.00 0.10 U
GWK-AI1676000-007 Probe, RTD 1000hm, 1/8T, 14" leads, 3 wire Maxum Il 0.50 1.00 0.10 1.00 U
GWK-AI1622005-001 Probe, (RTD) Bare Element, 100 Ohm, 1/8" OD (PTGC) Maxum I 0.02 1.00 0.10 1.00 U
GWK-AI1676000-008 Dual Airflow RTD with 26 degree bend Maxum Il 0.20 1.00 NR u
GWK-AI2021686-001 Intrinsic Safety Barrier plate assembly for PTGC heater sensors Maxum I 3.00 1.00 0.01 1.00 U
GWK-AI2020178-001 Version 2 Heater Retrofit Kit; (Farnam replacement for Ver. 1) Maxum 1 2.00 NR U

A Airbath Heater Assembly, Version 2 (Farnam) 1.00

A Fitting, Tee, 1/4"T x1/4Tx1/4T, stainless steel 1.00

A Fitting, 1/8T x 10-32 Unf, Push-in 1.00

A Fitting, reducing, 1/16T x 1/4 OD, stainless steel 1.00

N Tubing, column, sst, 0.0625 OD x 0.015 ID 1.00

A Tubing, sst, 0.375 OD x 0.035 wall 1.00

" Nozzle, 1/4" x 0.750 1.00

A Tubing, Teflon, PFA, 0.125 OD x 0.065 ID, clear 1.00

A Connector, "Y", parallel union, 1/4Tx1/4T, push-in 1.00
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A Reducer, 1/4" stem OD, 1/8" Tube OD, push-in 1.00

~ Tubing, Nylon, 0.250 OD x 0.180 ID, black 1.00

A Tubing, sst, 0259 OD x 0.035 wall 1.00
GWK-AI2020107-701 Upgrade Kit for PTGC; upgrade Maxum 1 to Maxum Il PTGC heater Maxum 1 2.00 NR U

A Maxum |l PTGC Heater Assembly without Deflector 1.00

~ Tubing, sst, 0.375 OD x 0.035 wall 2.00

A Fitting, ,Tee, 3/8T x T x T, stainless steel 1.00

~ Fitting, ,Reducer, 1/8T x 3/8 OD, stainless steel 1.00

A Fitting, Elbow, Union, 3/8T, stainless steel 1.00

~ Fitting, ,Connector, Female, 3/8T x 1/4F, stainless steel 1.00

A Fitting, Union, 3/8T, stainless steel 1.00
GWK-AI2021284-002 Air Bath Heater Assembly, Low Power (650 watt) Maxum I 1.66 1.00 0.05 1.00 U
GWK-AI2015975-001 Air Bath Heater Assembly, Version 1 Maxum 1 1.66 1.00 0.05 U
GWK-AI2020167-001 Heater Element Assembly for Version 1 Maxum 1 0.26 0.20 1.00 U

N Heater, 1400 watt, 115 / 230 vac 1.00

A Fitting, 1/4" nipple, modified 1.00

A Fitting, Tee, run, 1/4Tx1/4Tx1/4F, stainless steel 1.00

" Lug, ring, #6,14-16 awg, high temperature 3.00

N Washer, flat, .140x.312x.032, stainless steel 3.00

N Screw, 6-32x1/4, pan head, Phillips, stainless steel 3.00
GWK-AI1621000-017 Heater Assembly for PTGC; 1400 Watt Maxum 1 0.30 1.00 0.20 100 U
GWK-AI2020305-001 1/8" Oven Heater Nozzle Kit for Maxum analyzers Maxum 1 0.10 1.00 U
GWK-AI1676000-006 Probe, RTD dual, 100 ohm, 1/4" with bend Maxum 1 or |l 0.03 1.00 0.10 100 U
GWK-AI2021371-001 Plug, Airless heater retainer Maxum Il 0.30 1.00 U
GWK-AI2020377-701 Kit, RTD, Airless oven Maxum Il 0.70 1.00 0.10 100 U

N RTD, Duel with Mounting Flange

N Gasket
GWK-AI2020378-701 Kit, Heater, Airless oven Maxum Il 2.20 1.00 0.05 1.00 U

N Heater, Assembly Airless Angled

N gasket
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GWK-AI2020901-001 Heater block wiring terminal strip Maxum 1 0.02 1.00 NR U
GWK-AI2015536-001 Fitting, Ell, modified with Purge Coil Maxum 1 or Il 0.40 1.00 NR U
GWK-AI2015536-002 Fitting, Ell, modified without Purge Coil Maxum 1 or Il 0.40 1.00 NR U

Methanator

For original Maxum
GWK-AI1622004-003 RTD for temperature sense; for temp. controlled methanator Maxum 1 0.10 1.00 1.00 U
GWK-AI2000357-001 7-wire seal assembly for temp. controlled methanator Maxum 1 0.31 1.00 NR U
GWK-AIC92063 Catalytic column used in temp. controlled methanator Maxum 1 0.30 1.00 1.00 U
GWK-AIH24970 Heater Cartridge for methanator; 115vac Maxum 1 0.20 1.00 1.00 U
GWK-AI1621004-009 Heater Cartridge for methanator; 230vac Maxum 1 0.20 1.00 1.00 U
GWK-AI2020355-001 Methanator, temperature-controlled; complete assembly; 115vac Maxum 1 6.00 1.00 NR U
GWK-AI2020355-002 Methanator, temperature-controlled; complete assembly; 230vac Maxum 1 6.00 1.00 NR U

See "Cables" for PECM interconnect cable (2017990-001)

For Maxum Il
GWK-AI2021601-001 Methanator, temp.-controlled; complete assembly; universal power  Maxum || 6.00 1.00 NR U

See "Valves" tab and "Heater and Mounting Assembly For LIV"

section for heater cartridge (1621004-012)

See "FID" section above for RTD temperature probe (1622001-020)

Mechanical repair kits and items
GWK-AI1131700-066 Latch, Slam-type for Maxum Doors Maxum 1 or Il 0.40 1.00 NR U
GWK-AI1009062-001 Fitting, Union T, 3/8" tubing Maxum 1 or Il 0.10 1.00 NR u
GWK-AI1291006-048 Connector, 1/8" NPT to 1/4" tube Maxum 1 or Il 0.05 1.00 NR U
GWK-AI1291006-049 Fitting, connector, 3/8 T to 1/8 NPT, push-in Maxum 1 or Il 0.05 1.00 NR U
GWK-AI1291006-056 Fitting, connector, male 1/8 T to1/8NPT push-in Maxum 1 or Il 0.05 1.00 NR U
GWK-AI1291009-047 Elbow, 1/8 tube x 1/8 MP, push-in Maxum 1 or Il 0.05 1.00 NR U
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GWK-AI1291009-048 Elbow, 3/8 tube x 1/4 MP, push-in Maxum 1 or Il 0.05 1.00 NR U
GWK-AI1291009-067 Fitting, 1/8T x 10-32 Unf, push-in Maxum 1 or Il 0.05 1.00 NR U
GWK-AI1291015-005 Plug, 1/4 OD Maxum 1 or Il 0.05 1.00 NR U
GWK-AI1291015-026 Fitting, plug, 5/32 T stem, nickle plated Maxum 1 or Il 0.05 1.00 NR U
GWK-AI1291016-022 Reducer, 1/4" stem OD, 1/8" tube OD, push-in Maxum 1 or Il 0.05 1.00 NR U
GWK-AI1291016-023 Reducer, 3/8" stem OD, 1/4" tube OD, push-in Maxum 1 or || 0.05 1.00 NR U
GWK-AI1291016-045 Fitting, manifold, 1/4T X 5/8T Maxum 1 or Il 0.05 1.00 NR U
GWK-AI1291016-046 Fitting, tube end reducer, 5/32 stem X 1/8 T Maxum 1 or Il 0.05 1.00 NR U
GWK-AI1291018-055 Fitting, push-in, 1/4T - 1/4 NPT Maxum 1 or Il 0.05 1.00 NR U
GWK-AI1291019-018 Connector, "Y", parallel union, 1/4Tx1/4T, push-in Maxum 1 or Il 0.05 1.00 NR U
GWK-AI1291322-002 Elbow, 1/4Tx1/4T, push-in Maxum 1 or Il 0.05 1.00 NR U
GWK-AI1291330-003 Fitting, 1/8T X 10-32, push-in Maxum 1 or |l 0.05 1.00 NR U
GWK-AI1318000-015 Fitting,plug, 3/8 tube, push-in Maxum 1 or Il 0.05 1.00 NR U
GWK-AI1662021-002  Tubing, Teflon, PFA, .250 OD x .156 ID, clear Maxum 1 or || 0.05 1.00 NR U
GWK-AI1662021-003 Tubing, Teflon, PFA, .375 OD x .250 ID, clear Maxum 1 or Il 0.05 1.00 NR U
GWK-AIF39950 Fitting, elbow, street, 45 degree, 1/4, stainless steel Maxum 1 or Il 0.05 1.00 NR U
GWK-AIT85515 Tubing, Nylon, 0.250 OD x 0.180 ID, black (per foot) Maxum 1 or Il 0.05 1.00 NR U
GWK-AIT85520 Tubing, Nylon, 0.375 OD x 0.275 ID, black (per foot) Maxum 1 or |l 0.05 1.00 NR U
GWK-AI2015973-001 Gasket, heater seal Maxum 1 or II; Min. Qty. =5 0.05 1.00 NR U
GWK-AI2020155-001 Fitting Kit Maxum 1 or |l 0.57 NR U
A Conn, 3/8Tx1/8MP, push-in 1.00
~ Elbow, 1/4Tx1/8MP, push-in 1.00
" Elbow, 3/8Tx1/8MP, push-in 1.00
~ Elbow, 1/8Tx1/8MP, push-in 1.00
N Elbow, 3/8Tx1/4MP, push-in 1.00
~ Plug, 1/4 OD 1.00
A Reducer, 1/4" stem OD, 1/8" Tube OD, push-in 1.00
N Reducer, 3/8" stem OD, 1/4" Tube OD, push-in 1.00
N Tee, 1/4T, push-in 1.00
N Tee run, 3/8Tx1/8MP, push-in 1.00
A Union, double male, brass 1.00
A Connector, "Y", parallel union, 1/4Tx1/4T, push-in 1.00
N Valve, toggle, 2-way NC, push-in 1.00
~ Bulkhead, 1/4Tx1/4NPT, push-in 1.00
N Elbow, 1/4Tx1/4T, push-in 1.00
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GWK-AI2020156-001 Gasket and Seal Kit (Maxum 1) Maxum 1 0.22 NR U
N Gasket, conduit entry covers 5.00
N Gasket, Feed-Thru, oven enclosure 5.00
N Gasket, exhaust tube 5.00
N Gasket, Solenoid Valve Control Module (SVCM) 5.00
N Gasket, heater seal 5.00
N Gasket, Feed-Thru, flange, oven side 5.00
N Gasket, Solid State Relay / Heat Sink seal 5.00
N Gasket, Purge Control Manifold (PCM) 5.00
N Gasket, Feed-Thru opening 5.00
N Gasket, Electronic Pressure Control 5.00
N Gasket, heater Feed-Thru 5.00
A O-Ring, size 008, 3/16 ID x 1/16, Viton 20.00
N O-Ring, size 006, 1/8 ID x 1/16, Viton 20.00
N Gasket, heater Feed-Thru 5.00
N Gasket, heater mounting block, front 5.00
GWK-AI2020102-701 Gasket and Seal Kit (Maxum 1) Maxum I 0.30 NR U
N Gasket, Feed-Thru opening 4.00
N Gasket, conduit entry cover with adhesive 4.00
N Gasket, EPC, 1/16" Neoprene 8.00
N Gasket, SVCM, 1/16" Neoprene 6.00
N Gasket, heater Feed-Thru 4.00
N Gasket, SSR/Heat Sink - Neoprene 2.00
N Gasket, PCM - Neoprene 2.00
N Tube, Feed-Through 4.00
N Gasket, cover, EC left & right side 4.00
N Gasket, detector 10.00
N Gasket, APU cover 2.00
N Gasket, cover, tubing / cabling 6.00
N Gasket, heater cover 2.00
" Plate, seal, Feed-Through 2.00
N Gasket, heater, vertical 8.00
" Airless RTD Gasket 4.00
N Gasket, Oven Feed-Through, no hole 6.00
N Gasket, Oven Feed-Through, small hole 6.00
N Gasket, Oven Feed-Through, large hole 6.00
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GWK-AI2017977-001 Gasket, heater mounting block, front Maxum 1; Min. Qty. 5 0.03 1.00 NR U
GWK-AI2020157-001 Hardware Kit Maxum 1 or Il 1.10 NR U

A Standoff, hex, F-F, M4, stainless steel 5.00

A Standoff, jack screw, 4-40, 1/4" 20.00

A Nut, M3 with lock washer 20.00

A Nut, M5 with lock washer (SNE and PS) 20.00

A Nut, M4 with lock washer 20.00

A Nut, M2 non-locking 20.00

N Screw, M2x12, socket head cap 20.00

N Screw, M3x4, socket head cap 20.00

N Screw, M3x6, socket head cap 20.00

N Screw, M3x8, socket head cap 20.00

N Screw, M3x20, socket button cap 20.00

N Screw, M3x20, socket head cap 20.00

N Screw, M3x25, socket head cap 20.00

"N Screw, M3x35, socket head cap 20.00

N Screw, M4x8, socket button cap 20.00

N Screw, M4x8, socket head cap 20.00

N Screw, M4x10, socket flat head 20.00

N Screw, M4x10, socket button cap 20.00

N Screw, M4x10, socket head cap 20.00

N Screw, M4x12, socket head cap 20.00

N Screw, M4x15, socket head cap 5.00

N Screw, M4x16, socket button cap 20.00

N Screw, M4x45, socket head cap 20.00

N Screw, M5x10, socket head cap 20.00

N Screw, M5x12, socket head cap 20.00

N Screw, M5x20, socket head cap 20.00

N Screw, M5x35, socket head cap 20.00

N Screw, 6-32x1/4, pan head, Phillips, stainless steel 20.00

N Washer, flat, .140x.312x.032, stainless steel 20.00

N Washer, M3, helical spring lock 20.00

N Washer, M4, helical spring lock 20.00

~ Washer, M4, flat 20.00

N Washer, M5, helical spring lock 20.00
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Workstation Software
GWK-AI2015870-001 CD, Workstation, Ver. 1 (Discontinued; specify Model No.) Price not available 0.09 1.00 NR U
GWK-AI2015870-002 CD, Workstation, Ver. 2 (Discontinued; specify Model No.) Price not available 0.09 1.00 NR U
GWK-AI2015870-003 CD, Workstation, Ver. 3 (Discontinued; specify Model No.) Price not available 0.09 1.00 NR U
NN CD, Workstation, Ver. 3.10 (Discontinued; specify Model No.) Price not available 0.09 1.00 NR U
GWK-AI2015870-005 CD, Workstation, Ver. 3.11 (Discontinued; specify Model No.) Price not available 0.09 1.00 NR U
NN Discontinued; specify software by Model Configuration Number Price not available 0.15 1.00 NR U
GWK-AI2015871-005 CD, Workstation, demonstration, latest version Maxum 1 or Il 0.09 1.00 NR U
GWK-AIWRK-E-3-1111 CD, Maxum Workstation Tools, latest version Maxum 1 or || 0.20 1.00 NR U
GWK-AIWRK-E-6-1111 Discontinued; contact factory; CD, Maxum Workstation Tools, Price not available 0.20 1.00 NR U
upgrade only
GWK-AIWRK-E-7-1111 CD, Maxum Workstation Patch Files Maxum 1 or Il 0.20 1.00 NR U
GWK-AIWRK-E-1-2111 CD, Maxum MaxBasic Editor, latest version Maxum 1 or || 0.20 1.00 NR U
GWK-AIWRK-E-1-1211 CD, Maxum Simulated Distillation SimDis Builder, latest version Maxum 1 or Il 0.20 1.00 NR U
GWK-AIWRK-E-1-1121 Discontinued; CD, Maxum Air Monitor and Reporting package, latest Price not available 0.20 1.00 NR U
version
GWK-AIWRK-E-1-1112 CD, Maxum OPC Server, latest version Maxum 1 or Il 0.20 1.00 NR U
Advance Network Gateway (ANG)
GWK-AI2020100-001 ANG Cable and Connector Kit Network products 0.23 0.10 1.00 U
N Cable, Power Supply Board - to - Comm Board 2.00
A Connector, Plug Housing, 10 position, Data Hiway 2.00
A Connector, Plug Housing, 3 position, AC power 2.00
GWK-AI2020321-001 ANG Power Supply Adapter cable; 6-pin to 10-pin connector Network products 0.05 1.00 NR U
GWK-AI2020914-001 Debug Port Extension Cable Network products 0.25 1.00 NR U
GWK-AI2017577-001 Power Supply to Circuit Board Cable, 10-pin Network products 0.05 1.00 NR U
GWK-AI2020276-001 Power Supply to Circuit Board Cable, 6-pin Network products 0.25 1.00 NR U
GWK-AI1221007-015 Advance Data Hiway Connector; 10-position Network products 0.01 1.00 NR U
GWK-AI1221007-014  Advance Data Hiway Connector; 6-position Network products 0.25 1.00 NR U
GWK-AI1222010-017  AC Power Connector Network products 0.25 1.00 NR u
GWK-AI1681011-014 DataNET Module to Module Interconnect Cable Network products 0.10 1.00 NR U
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GWK-AI2020951-801 ANCB Communication Board; Ethernet to Data Hiway Gateway Network products 0.20 Yes 0.10 1.00 U
N PCBA, ANCB with software, Ethernet to Data Hiway 1.00
GWK-AI2020182-701 Install Kit; ANCB Comm. Board; Etherenet to Data Hiway Gateway  Network products 0.25 Yes 0.10 1.00 U
N PCBA, ANCB with software, Ethernet to Data Hiway 1.00
N Cable, 10-Base-T crossover; 6 inch 1.00
A Connector, 6 position, Phoenix Combicon Plug 1.00
GWK-AI2020951-802 ANCB Communication Board; DataNET to Data Hiway Gateway Network products 0.20 Yes 0.10 1.00 U
A PCBA, ANCB with software, DataNET to Data Hiway 1.00
Network Access Unit (NAU) and CAN Extension Unit
(CEU)
GWK-AI2020101-001 Network Enclosure Hardware Kit Network products 2.60 NR U
A Bottom plate blank 1.00
N Bottom plate gasket 2.00
A MMI blank cover 1.00
A Wall mount bracket, set 1.00
A Rack mount bracket, set 1.00
GWK-AI2015803-001 Backplane circuit board, NAU or CEU extension Network products 2.50 1.00 0.10 1.00 U
GWK-AI2020111-001 NAU Cable Kit Network products 0.10 0.05 U
~ Cable, CAN bus, SYSCON to bracket 4.00
N Cable, CAN bus extension 4.00
CAN bus terminator (See SYSCON section, 1700149-001)
GWK-AI1700315-001 1 meter CAN extension cable with connectors Maxum 1 or Il 0.25 U
GWK-AI1700316-001 2 meter CAN extension cable with connectors Maxum 1 or |l 0.50 U
GWK-AI1681011-024 Bulk cable for making CAN extention cables; per foot Maxum 1 or Il 0.02 U
GWK-AI1222012-026 CAN connectors for making CAN extension cables Maxum 1 or Il 0.02 U
GWK-AI1700314-001 CAN bus T connector / adapter Maxum 1 or Il 0.02 U
GWK-AI1318002-003 1/4 inch plastic plug for unused end of CAN bus T connector Maxum 1 or Il 0.01 U
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DataNET Hub (DNH)

GWK-AI2015875-801 Module, DataNET Hub Assembly Network products 3.50 Yes 0.05 1.00 U

A Module, DataNET Hub Assembly 1.00
GWK-AI2015821-001 DataNET Hub Board (included as part of module 2015875-801) Network products 1.20 Yes 1.00 NR U
GWK-AI2020295-001 DataNET Hub Cable and Connector Kit Network products 0.50 U

N Cable, cross-link, DataNET Hub 1.00

N Cable, DC, pwr sply board to power supply, DataNET 1.00

A Filter, AC line, DataNET Hub 1.00

A Connector, Phoenix plug block 3 position, 5.08 spacing 1.00

A Connector, Phoenix 3 position, 5.08 spacing 1.00

A Connector, 3 position, plug, 3.81 spacing 4.00

A Connector, 6 position, plug, 3.81 spacing 4.00
GWK-AI2020948-001 DataNET Hub Signal Balancing Attenuator Board Network products 0.25 1.00 NR U
GWK-AI2015823-001 DataNET Hub Fiber Optic Coupler Board, Non-potted Network products 0.25 1.00 NR U

Ethernet Networking Components

GWK-AI1193900-009 Hub, 8 ports of 10BaseT, plus AUI port Network products (s) 2.00 1.00 0.10 1.00 U
GWK-AI1193900-010 Hub, 8 ports of 10BaseT, plus fiber optic port Network products (s) 2.04 1.00 0.10 1.00 U
GWK-AI1193900-011 Hub, 8 ports of 10BaseT, plus fiber optic bridge port Network products 2.18 1.00 0.10 1.00 U
GWK-AI1193900-012 Hub, 8 ports of 10BaseT, plus 10BaseT bridge port Network products 2.18 1.00 0.10 1.00 U
GWK-AI1193900-014 Hub, 8 ports of 10BaseT, plus BNC port Network products 2.18 U
GWK-AI1193900-013 Repeater; 10BaseT to fiber optic; AC powered Network products (s) 1.60 1.00 U
GWK-AI1193900-030 Server, remote access; 10BaseT to modem Network products 3.00 U
GWK-AI1191004-010 Modem, external; SupraExpress 56K Network products 3.00 U
GWK-AI1270002-008 Cable, fiber optic patch; 3 meter, MM 62.5/125; 2 fiber Network products 0.25 U
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GWK-AI1681003-006 Cable, 4 pair, UTP, Category 5; 100 ft (30 m) Network products (s) 15.42 1.00 NR U
GWK-AI1222010-001 Connector, modular plug, RJ45, 8 pin Network products 0.01 1.00 NR U
GWK-AI1270002-002 Cable, fiber optic, MM 62.5/125; 2 fiber; (per 500 ft / 150m roll) Network products 6.35 1.00 NR U
GWK-AI1270002-003 Connector, fiber optic, Type ST, Methode Network products (s) 0.01 1.00 NR U
GWK-AI1270002-004 Kit, Methode anaerobic consumables Network products 0.30 1.00 NR U
GWK-AI1270002-005 Kit, fiber optic field termination tool Network products 0.30 1.00 NR U
GWK-AI1270002-006 Coupling, Type ST fiber optic, threaded Network products 0.01 1.00 NR U
GWK-AI1270002-007 Converter, 10BaseT to fiber optic; with 12vdc power supply Network products 0.50 U
GWK-AI1631070-002 Crimp tool; standard RJ45 Network products 0.50 U
GWK-AI1631070-003 Crimp tool; Amp RJ45 Network products 0.50 U
Air Treater
GWK-AI2000381-001  Air Treater, 115V, CSA and CENELEC Maxum 1 or 1l (s) 10.43 u
GWK-AI2000381-002 Air Treater, 230V, CSA and CENELEC Maxum 1 or Il (s) 10.43 U
NN Discontinued; exchange not offered, repair kits available Price not available U
GWK-AI2000381-902 Discontinued; exchange not offered, repair kits available Price not available U
GWK-AI2017932-001 Mounting Bracket, (Air Treater-2000381-001 & 2000381-002) Maxum 1 or Il 1.72 u
Replaces A15109

GWK-AI2020344-001 Repair kit, heater element and column, for 2000381-001 Maxum 1 or Il 2.50 1.00 1.00 U
GWK-AI2020344-002 Repair kit, heater element and column, for 2000381-002 Maxum 1 or Il 2.50 1.00 1.00 U
GWK-AI2020344-003 Repair kit, heater element and column, for 2000381-003 Maxum 1 or Il 2.50 1.00 1.00 U
GWK-AI2020344-004 Repair kit, heater element and column, for 2000381-004 Maxum 1 or Il 2.50 1.00 1.00 U
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MicroSAM
A5E00117263 A5E00117263 Analyzer cover, Microsam E
A5E00146499 A5E00146499 Insulation cover, Microsam E
A5E00117261 A5E00117261 Small cover, analyzer circumference , Microsam E
A5E00196428 ABE00196428 Inspection window, Microsam E
A5E00140216 A5E00140216 Cable feed-through, with integrated cable , Microsam E
A5E00102270 A5E00102270 RSP board , Microsam E
A5E00369338 A5E00369338 CAC board, Ver 1.1, Microsam E
A5E00104837 A5E00104837 EPC board , Microsam E
A5E00140232 A5E00140232 Display board , Microsam E
A5E00209858 A5E00209858 O-ring set with two of each 200x2 and 63x1.5 E
as well as six threaded pins M3x6, Microsam
A5E00105041 A5E00105041 Solenoid valve (NC), Microsam E
A5E00162568 A5E00162568 Solenoid valve (NO), Microsam E
A5E00209905 A5E00209905 Extraction tool for analyzer module , Microsam E
A5E00160856 A5E00160856 Securing nut for analyzer module, Microsam E
A5E00209700 A5E00209700 Analyzer module type A01, Microsam E
A5E00209753 A5E00209753 Analyzer module type A02, Microsam E
A5E00209756 A5E00209756 Analyzer module type A03, Microsam E
A5E00209765 A5E00209765 Analyzer module type A04, Microsam E
A5E00209774 A5E00209774 Analyzer module type AO5, Microsam E
A5E00209800 A5E00209800 Analyzer module type A06, Microsam E
A5E00209802 A5E00209802 Analyzer module type A07, Microsam E
A5E00209808 A5E00209808 Analyzer module type A08, Microsam E
"exchange / repair" "exchange / repair" Exchange of analyzer module (all types of modules), Microsam E
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Optichrom Advance Chromatograph
Electronic Controller
1605000-001 GWK-AI1605000-001 Heater Air Pressure Switch, 0-50 PSI, N/O, "EC" 0.01 U
1682002-001 GWK-AI1682002-001 Interconnect Cable, ACB/AMB (J7), IC/40 "EC" U
1682002-003 GWK-AI1682002-003 Interconnect Cable, ACB/ATB (J6), IC/50, 22" Long, "EC" U
2000101-002 GWK-AI2000101-002 Analyzer Masterboard, Assembly 181 U
2000102-002 GWK-AI2000102-002 Analyzer Termination Board Assembly, (ATB) 0.47 U
2000103-002 GWK-AI2000103-002 Analyzer Relay Board Assembly, (ARB) 0.12 U
2000418-001 GWK-AI2000418-001 Support Bar, For Card File "2000416-001" "EC" U
2000133-001 GWK-AI2000133-001 Discontinued. Replaced with 2000240-001 Price not available U
2000240-001 GWK-AI2000240-001 Advance Power Supply, with Cable and Mounting Bracket 1.39 U
1481011-005 GWK-AI1481011-005 Power Supply, 24 Volt, 25 Watt, 1.1A Low Profile (FPD) 0.23 U
2000139-002 GWK-AI2000139-002 Interconnect Cable, ACB J5 to ATB J5, (Power Supply) U
F00505 GWK-AIF00505 Rotron Fan, with ball bearings 0.54 U
F00530 GWK-AIF00530 Fan Guard, steel wire ring, Zinc Plated 4 2" square U
F32904 GWK-AIF32904 Fitting, Bulkhead Connector, SST 1/8"F x 1/8"F, (SS-200-71-2) U
R60550 GWK-AIR60550 Temperature Control Relay, 280VAC, 25A 0.01 U
V20255 GWK-AIV20255 Relief Valve, .5 PSI, %" MNPT Connector, 2.07" long, 1.87" Dia., 0.17 U
(Brass)
S81805 GWK-AIS81805 Pressure Switch, 0-60 PSI, N/O SPST, (Low Air Pressure), Supply Air U
R65210 GWK-AIR65210 Resistor, 330 ohm, 5% %W Carbon, (Termination) U
C08450 GWK-AIC08450 Capacitor, 0.002 MFD, 20%, 1000V, Ceramic, Radial, (Termination) U
Controller Door Assembly
2000400-003 NN Discontinued. Replaced with 2000400-006, Price not available U
2000400-005 GWK-AI2000400-005 Discontinued. Replaced with 2000400-006, Price not available U
2000400-006 GWK-AI2000400-006 Door Assembly Complete, with Standard Components; CSA/Cenelec 7.58 U
Approved, ACB-2
1682002-002 GWK-AI1682002-002 Cable, ACB/PIB (J3), 11" Long, (Door) 0.04 U
1682002-004 GWK-AI1682002-004 Cable, ACB/ADB (J4), 15" Long, (Door) 0.01 U
1682002-005 GWK-AI1682002-005 Cable, ACB/SB (J1), 24" Long, (Door) 0.02 U
1682002-006 GWK-AI1682002-006 Cable, PIB/BLK HD (J2), 8" Long, (Door-003 version), ACB1 U
1682002-007 GWK-AI1682002-007 Cable, PIB/BLK HD (J2), 11" Long, 10 position socket, (Door), ACB2 0.01 U
2000104-001 GWK-AI2000104-001 Alarm Display Board, (ADB), Door 0.03 U
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2000105-002 GWK-AI2000105-002 Doscontinued. Replaced at factory only with 2013698-002. Price not available U
2000142-001 GWK-AI2000142-001 Switch Board, (SB), Door 0.04 U
2013698-002 GWK-AI2013698-002 Panel Intrinsic Barrier Board, International, with cover (PIBB) 0.26 U
2000443-001 GWK-AI2000443-001 Switch Tags, (for switch at bottom of Door) 0.02 ]
1631002-001 GWK-AI1631002-001 Screwdriver Tool Bit, Torx security For removal of PIBB from Door U
2000120-001 GWK-AI2000120-001 Discontinued. Replaced with 2015520-001K. Price not available U
2000120-001K GWK-AI2000120-001K  Firmware Kit, Analyzer Controller Board, (ACB 1), Current Revision U
2000212-001 GWK-AI2000212-001 Discontinued. Replaced with 2015520-001K. Price not available 0.92 U
2015520-001K GWK-AI2015520-001K  Analyzer Controller Board Kit, (ACB2); 1.50 ]

Includes ACB2 board and Door Adapter Bracket Kit
2000212-901 GWK-AI2000212-901 ACB2 Controller Board Assembly - Refurbished & Exchange 1.50 U
2000212-001K GWK-AI2000212-001K  Firmware Kit, Analyzer Controller Board (ACB2), Current Revision 0.03 U
2000243-001 GWK-AI2000243-001 ACB, Field Programming Kit including latest firmware diskette, (ACB-2 U

Only)
2000216-001 GWK-AI2000216-001 Purge Flow Switch Board, (PTGC) 0.08 U
2013723-001 GWK-AI2013723-001 IS Barrier Probe, (PTGC) U
1484002-001 GWK-AI1484002-001 ACB-1 Battery; Battery NiCad 3.6V 0.03 U
1487008-004 GWK-AI1487008-004 ACB-2 Battery; Battery, Lithium, 3.5V 0.03 U
2000214-001 GWK-AI2000214-001 Firmware programming diskette - latest firmware revision for ACB-2 0.05 U

(requires field firmware programming kit 2000243-001)

Electronics Modules

For Digital and Analog I/O Boards, see I/O Unit Section

For 1/O Unit and NIU Controllers, see 10U or NIU Sections

For FID Amplifier Boards, see FID Section

For FPD Amplifier Board, see FPD Section (2000117-005)

For Filament Amplifier Board, see FD Section (2000176-003)

For CSP Controller, see CSP Section (2000123-001)

For APC Interface Board, see APC Section (2000130-009)
2000113-002 GWK-AI2000113-002 Extender Board, (EB) 0.24 U
2000130-001 GWK-AI2000130-001 Printer Interface Board, (PI) 0.28 U
2000130-001K GWK-AI2000130-001K  Firmware Kit, Printer Interface, (P1) Current Revision U
2000130-002 GWK-AI2000130-002 Host Computer Interface, (HCI-A) 0.28 U
2000130-002K GWK-AI2000130-002K  Firmware Kit, Host Computer Interface, (HCI-A), Current Revision U
2000130-003 GWK-AI2000130-003 Host Computer Interface, (HCI-H) 0.28 ]
2000130-003K GWK-AI2000130-003K  Firmware Kit, Host Computer Interface, (HCI-H), Current Revision U
2000130-004 GWK-AI2000130-004 Host Computer Interface, (HCI-CO1) 0.28 U
2000130-004K GWK-AI2000130-004K  Firmware Kit, Host Computer Interface, (HCI-CO1), Current Revision U
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2000130-006 GWK-AI2000130-006 Host Computer Interface, (HCI-CO3) 0.28 U
2000130-006K GWK-AI2000130-006K  Firmware Kit, Host Computer Interface, (HCI-CO3), Current Revision U
2000130-007 GWK-AI2000130-007 Host Computer Interface, (HCI-CO4) 0.28 ]
2000130-007K GWK-AI2000130-007K  Firmware Kit, Host Computer Interface, (HCI-CO4), Current Revision U
2000130-008 GWK-AI2000130-008 Discontinued. HCI-CO5 replaced with 2000130-002. Price not available U
2000130-011 GWK-AI2000130-011 Host Computer Interface, (HCI-CO7) 0.28 ]
2000130-011K GWK-AI2000130-011K  Firmware Kit, Host Computer Interface, (HCI-CO7), Current Revision U
2000158-001 GWK-AI2000158-001 Digital Input Board, (DI) 1.79 U
2000164-002 GWK-AI2000164-002 2100/Advance Detector Interface Board 0.20 U
2000165-001 GWK-AI2000165-001 Analog Input Board, (Al) 0.33 U
2000165-001K GWK-AI2000165-001K  Firmware Kit, (Al), Current Revision U
2000170-002 GWK-AI2000170-002 HCI-H Memory add-on Board, (used with HCI-H, 2000130-003) 0.21 U
2000171-001C GWK-AI2000171-001C  Host Computer Interface kit, (HCI-H) - MODBUS 0.66 Yes 1.00 U
2000170-002 A HCI-H Memory add-on Board 0.30 1.00
2000130-003 ~ Host Computer Interface with Modbus firmware 0.30 1.00
1682002-400 " Interconnecting Cable 0.06 1.00
2000178-001 GWK-AI2000178-001 Dual Temperature Controller Board, (TC-3) 0.36 U
2000178-001K GWK-AI2000178-001K  Firmware Kit, (TC3), Current Revision U
2000178-002 GWK-AI2000178-002 Dual Temperature Controller Board, (PTGC) Must be strapped for current 0.35 U
Application
2000178-002K GWK-AI2000178-002K  Firmware Kit, (PTGC-3), Current Revision U
2000189-001 GWK-AI2000189-001 Panel Intrinsic Barrier Board, (PIBB), without cover 0.16 U
Cover Required for Intrinsically Safe Certification
2000203-001 GWK-AI2000203-001 Temperature Control Board, (TC4) For use with Purge & Trap (PTGC) 0.35 U
2000246-001 GWK-AI2000246-001 Data Hiway Termination Board, P-Conn. Assembly 0.06 U
B03126 GWK-AIB03126 Temperature Control Board, (12A, 2100, ADV) 0.22 U
B05207 GWK-AIB05207 Sample/Air Heater Temperature Control Board, (12A, 2100, ADV) 0.16 ]
Supplemental Temperature Board
B05218 GWK-AIB05218 2100/Advance Thermistor AMP with Range Switching, (Dual TCD'S), 0.18 U
Miscellaneous Electronic Components
F97539 GWK-AIF97539 Fuse, ABC-3 Amp, (Termination Bd. - 2000102-002), "F2" Min. Qty. 10 0.01 U
F97548 GWK-AIF97548 Fuse, ABC-15 Amp, (Termination Bd. - 2000102-002, "F1" Min. Qty. 10 U
S69750 GWK-AIS69750 Air Alarm Purge Switch, (Termination & Power Supply Bd..) 0.01 ]
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S81057 GWK-AIS81057 Pressure Alarm Switch, Explosion Proof, Dual Snap 100 psi, SP 0.58 U
1605000-019 GWK-AI1605000-019 Pressure switch ,Explosion proof, dual snap, 85psi, SP 0.75 U
S81804 GWK-AIS81804 Pressure Switch, 100 PSI, (Low Carrier Pressure) 0.65 U
T59375 GWK-AIT59375 Transformer, 115/220V (300VA), (Step Down Transformer/AVI 2.40 U
Options)
V50200 GWK-AIV50200 Valve, 3/Way Solenoid, (Single), N/C, Skinner, (B13-DK1-150) 0.16 ]
V50590 GWK-AIV50590 Valve, 4/Way Solenoid, (Dual), Air, Skinner, (MDB-047-120VDC) 0.43 U
V50600 GWK-AIV50600 Valve, 3/Way Solenoid, (Triple), Air, Skinner, (MDB-045-120VDC) 0.72 U
V66010 GWK-AIV66010 Valve, Fast Purge Toggle Shut-Off Valve, Whitey, ¥2" Inlet/Outlet, (SS-1GS4) 0.11 U
C51875 GWK-AIC51875 Valve Coil, 120 VDC, Skinner, (CMB-2241-N18) U
1212800-001 GWK-AI1212800-001 Intrinsic Barrier Safety Resistive Type 3 (use in Intrinsic Ground Kits) 0.08 U
1682002-400 GWK-AI1682002-400 Cable, 5" Long, 34 Position Connector on Right End/28 on Left End, (HCI-H) 0.02 U
1686002-001 GWK-AI1686002-001 Cable, Twin axial, 22 Awg. with 100% shield, 150 Ohm, (Data Hiway) Min. Qty. 1000 ft roll 27.08 U
1686002-002 GWK-AI1686002-002 Dual Data Hiway cable discontinued. Replace with 2 each 1686002-001. Price not available U
1681000-003 GWK-AI1681000-003 Cable, 4 Conductor, 22 Awg., Shielded, 2 pr. Red/Green, Min. Qty. 1000 ft roll 36.90 U
2 pr. White/Black Data Hiway
1681000-005 GWK-AI1681000-005 Cable, 4 Conductor, 22 Awg., Shielded, 2 pr. Red/Green Min. Qty. 500 ft roll 24.31 U
2 pr. White/Black Data Hiway
2015533-001 GWK-AI2015533-001 Termination Box, Data Hiway with P-Conn. Bd. 2.62 U
2015729-001 GWK-AI2015729-001 EMI Grounded Cable Fitting Kit, 2" Conduit 0.12 U
2015729-002 GWK-AI2015729-002 EMI Grounded Cable Fitting Kit, %" Conduit 0.35 U
2015730-001 GWK-AI2015730-001 EMI Cable Fitting, %" Thread U
2015730-002 GWK-AI2015730-002 EMI Cable Fitting, %" Thread U
1481006-001 GWK-AI1481006-001 Power Supply, Switcher, 90-132 VAC, (for use on 2000114-001/003) 0.23 U
1481006-002 GWK-AI1481006-002 Power Supply, Switcher, 240V Input, +/-5, (for use on 2000114- 0.50 U
002/004)
2000440-001 GWK-AI2000440-001 Bracket, Switch Identity, (Switches at bottom of Door) ]
Input / Output Unit
2000100-001 GWK-AI2000100-001 Analog Output Board, (AO) 0.30 U
2000116-001 GWK-AI2000116-001 Digital Output Board, 115V, (DO) 0.36 U
2000116-003 GWK-AI2000116-003 Digital Output Board, 230V, (DO) 0.34 U
2000118-001 GWK-AI2000118-001 Isolated Analog Output Board 0.75 U
2000126-001 GWK-AI2000126-001 1/0 Unit Interface Board Assembly 0.32 U
2000126-001K GWK-AI2000126-001K  Firmware Kit, (1/O Unit), Current Revision U
2000112-002 GWK-AI2000112-002 1/0 Unit Power Supply, 115/230 VAC, International 0.95 U
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2000112-003 GWK-AI2000112-003 230 vac chassis discontinued. Replace with 2000112-002. Price not available U
2000363-001 GWK-AI2000363-001 1/0 Chassis, 120/230 VAC, Universal Input, without 1/0O Board 6.39 U
2000363-003 NN 230 vac chassis discontinued. Replace with 2000363-001. Price not available U
1682002-300 GWK-AI1682002-300 1/0 Unit Cable, 10 Unit Bus 0.05 u
2000110-002 GWK-AI2000110-002 1/0 Unit Masterboard 0.94 u
2000111-002 GWK-AI2000111-002 1/0 Unit Field Terminal Board 0.10 u
Advance Network Interface Unit
2000126-002 GWK-AI2000126-002 Network Interface Board, (NIU) 0.31 U
2000126-002K GWK-AI2000126-002K  Firmware Kit, (NIU), Current Revision U
2000174-001 GWK-AI2000174-001 Network Interface Unit (NIU), 120/240 VAC, Universal Input 19.79 U
2 Chassis Complete, with 10 each Network Interface Boards(2000126-
002)
2000174-003 NN 230 vac chassis discontinued. Replaced with 2000174-001. Price not available U
2015529-001 GWK-AI2015529-001 Network Interface Unit Upgrade Kit 0.70 Yes U
2000126-002 A Interface Unit Assembly 0.60 2.00
2000570-001 ~ Manual OPTICHROM Advance. EPROM Kkits installation 0.05 1.00
D03670 A IC, EPROM,16K X 8,28 Pin DIP 0.05 8.00
Application Cartridge Charger
2000327-005 GWK-AI2000327-005 Application Cartridge, Universal Power (without charger) 0.20 U
2000327-006 GWK-AI2000327-006 Application Cartridge, Universal Power with 115V Battery Charger 0.41 U
2000327-007 GWK-AI2000327-007 Application Cartridge, Universal Power with 230V Battery Charger 0.41 U
2000327-008 GWK-AI2000327-008 Application Cartridge, Universal Power, FM, DIV. 2 (without charger) 0.20 U
2000327-009 GWK-AI2000327-009 Application Cartridge, Universal Power, FM, Div. 2 W/115V Battery 0.41 U
Charger
2000327-010 GWK-AI2000327-010 Application Cartridge, Universal Power, Fm, Div. 2 W/230V Battery 0.41 U
Charger
1481000-001 GWK-AI1481000-001 Wall Plug-In Charger, 117 AC, 60 Hz, 5.6 Volts DC, 60 Ma., Output 0.21 u
6 foot cord with phone jack Connector, for use with Application
Cartridge
1481000-003 GWK-AI1481000-003 Wall Plug-In Charger, 220 AC, 50 Hz, 5.6 Volts DC, 60 Ma., Output; 0.21 u
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1487007-007 GWK-AI1487007-007 Battery Charger, 10 Position, 115 Volt AC, 60 Hz 0.23 u
For use with Application Cartridge

1487007-008 GWK-AI1487007-008 Battery Charger, 10 Position, 230 Volt AC, 50 Hz 0.23 u
For use with Application Cartridge

ACP GWK-AIACP Advance Application Cartridge Programming U

ADV-CP GWK-AIADV-CP Advance Custom Programmed on Cassette U

ADV-DK GWK-AIADV-DK Advance Custom Programming on Diskette U

CADD GWK-AICADD Advance Custom Auto Cad Drawings on 3.5" Diskette U

CS-Documentation GWK-AICS-Documentatic Analyzer Custom Documentation Re-Prints U

Portable Service Panel

2000322-003 GWK-AI2000322-003 Portable Service Panel, Universal Input, Complete Unit U
2000312-001 GWK-AI2000312-001 Carrying Case, PSP 1.14 U
1604000-001 GWK-AI1604000-001 Switch, Key/Lock, 4Amp, 125 VAC, PSP/CSP U
1000017-001 GWK-AI1000017-001 Key For Switch (1604000-001) U
1681002-009 GWK-AI1681002-009 Cable Assembly, RS-449, 3 FT. 0.10 U
2000350-004 GWK-AI2000350-004 Application Overlay, Anti-Static, (Staticon Treatment) 0.06 ]
for all LINC and ACB users (4.0 or >)
2000107-001 GWK-AI2000107-001 Portable Service Panel Board Assembly U
2000206-001 GWK-AI2000206-001 Portable Service Panel Board Assembly 0.24 U
2000322-001 GWK-AI2000322-001 Discontinued. Replaced with 2000322-003. Price not available U
See also cable assemblies in LINC section (1682002-200)
Central Service Panel
No longer available; contact factory for replacement information
Central Service Panel Parts
1251300-001 GWK-AI1251300-001 CSP Display Board discontinued. No replacement available. Price not available U
1682002-100 GWK-AI1682002-100 Color Coded Cable, 4.5", 25 Pin Conn.on both ends,SBPS/BLKHD 0.01 U
(CSP)
1682002-101 GWK-AI1682002-101 Color Coded Cable, 7", 25 Pin Conn. on both ends, SPB/BLKHD 0.02 U
(CsP)
1682002-102 GWK-AI1682002-102 Color Coded Cable, 11.5", 40 Pos. Conn. on both ends, VFD/SPI 0.03 U
(CsP)
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1682002-103

1682002-105

1682002-106

2000114-001
2000114-002
2000248-001

2000123-001
2000123-001K
2000159-002
A30014
2000360-006R

WRK-E-2-1111
1214800-003
1681007-001
1681011-003
2000648-001
2000130-009
2000130-009K

2000667-001
2000667-009
2000667-003
2000667-005

2000415-001
2000422-004
2000423-001
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GWK-AI1682002-103
GWK-AI1682002-105
GWK-AI1682002-106
NN

GWK-AI2000114-002
GWK-AI2000248-001

GWK-AI2000123-001

GWK-AI2000123-001K

GWK-AI2000159-002
GWK-AIA30014
NN

GWK-AIWRK-E-2-1111

GWK-AI1214800-003
GWK-AI1681007-001
GWK-AI1681011-003
GWK-AI2000648-001
GWK-AI2000130-009

GWK-AI2000130-009K

GWK-AI2000667-001
GWK-AI2000667-009
GWK-AI2000667-003
GWK-AI2000667-005

GWK-AI2000415-001
GWK-AI2000422-004
GWK-AI2000423-001

Color Coded Cable, 11.5", 40 Pos. Conn. on both ends, PIB/SPI

(CSP)
Color Coded Cable, 7", 25 Pos. Conn. on both ends, BLKHD/ACC
(CSP)
Color Coded Cable, 7.5", 25 Pos. Conn. on both ends, BLKHD/RJ
(CSP)

Discontinued. Replaced with 2000248-001.

Discontinued. Replaced with 2000248-001.

Single Board Power Supply Assembly, Universal Input, (Service
Panel)

Central Service Panel Board Assembly

Firmware, CSP, Current Revision

Cartridge Connector Board Assembly

Coil Purge Seal, 18" long, (FID/CSP)

CSP Repair discontinued. Consult Factory.

For Connector Bd Assy - See DHIE section (2000115-002)

Application Personal Computer

APC Software Version 8.0; upgrade only.

D-Sub Adapter Connector, (adapts 9-position F to 25-position M)
Cable, APC Interface, 50 foot

Cable, Serial RS232, (DHIE to 25-Pin Serial Port on PC)

Cable, Serial Port, (PC-I to 25-Pin Serial Port on PC)

Application Personal Interface Board., (PCI)

Firmware Kit, Application Personal Interface, (PCl), Current Revision

APC kits discontinued. For software use: WRK-E-2-1111.
APC kits discontinued. For software use: WRK-E-2-1111.
APC kits discontinued. For software use: WRK-E-2-1111.
APC kits discontinued. For software use: WRK-E-2-1111.

Regulator Panel
Regulator Frame for Advance (2000411-001)

Regulator Air Panel Assembly with Flame Air Option
Panel for Air Regulator, (Panel Only)
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0.03

0.03

0.02

0.72
0.78

0.28

0.06
0.01

0.01

1.03
0.25
1.15
0.28

0.71
0.80
2.62
5.90

2.57
171
0.34
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2000425-003

2000425-004

2000426-001
2000426-002
2000430-001
2000431-001
2000432-002
2000436-002
1605000-003

2013628-002
2013628-001
2013628-003

1461007-002

1461007-003

1461005-001

1461000-007
1461007-001
1461000-008
R28000

R28010

03- 2007 GC Spares, Master Global Price List (2006-07-03) No Price.xls

GWK-AI2000425-003

GWK-AI2000425-004

GWK-AI2000426-001
GWK-AI2000426-002
GWK-AI2000430-001
GWK-AI2000431-001
GWK-AI2000432-002
GWK-AI2000436-002
GWK-AI1605000-003

GWK-AI2013628-002
GWK-AI2013628-001
GWK-AI2013628-003

GWK-AI1461007-002

GWK-AI1461007-003

GWK-AI1461005-001

GWK-AI1461000-007
GWK-AI1461007-001
GWK-AI1461000-008
GWK-AIR28000

GWK-AIR28010

Carrier Panel Regulator Assembly, SST, Low Pressure, 0-60 PSlI,
Rack Mounted (Reg-1461007-003)

Carrier Panel Regulator Assembly, SST, High Pressure, 60-120 PSI,
Rack Mounted (Reg.- R40525)

Carrier Panel, Low Pressure, (Panel Only)

Carrier Panel, High Pressure, (Panel Only)

Regulator Frame Blank Panel

Side Panel, Regulator

Flame Air Regulator Panel Assembly, SST

Flame Fuel Regulator Panel Assembly

Pressure Switch, 150 PSI, 120 Volt AC, N/O, (Low Carrier HE & N2)

Carrier Regulator Assembly, 5-60 PSI, Side Mount
Carrier Regulator Assembly, 2-20 PSI, Side Mount
Carrier Regulator Assembly, 60-120 PSI, Side Mount

Regulators

Pressure Regulator, Low Flow, 2-20 PSI 1/8" NPT Ports, (Masoneilan)
250 PSI @ 180° F, 150 PSI @ 400°F

Tungsten Carbide ball, - 302 SST Spring, Brass Seat,

NI Span C range Spring - 302 SST Diaphragm, Teflon Gasket

Pressure Regulator, Low Flow, 5-60 PSI 1/8" NPT Ports, (Masoneilan)
250 PSI @ 180° F, 150 PSI @ 400°F

Tungsten Carbide ball, - 302 SST Spring, Brass Seat,

NI Span C range Spring - 302 SST Diaphragm, Teflon Gasket

Pressure Regulator, Electric Heated, 0-100 PSI, 110V, 3000 PSI Inlet
Go HPR-2, Ceramic Filled Teflon seat, (108351), 2000727-001

Pressure Regulator, 0-50 PSI, Panel Mount, (PR1-1L11B3E114)
Pressure Regulator, 0-100 PSI, Panel Mount, (R353-NP)

Pressure Regulator, 0-10 PSI, Panel Mount, (PR1-1L11B3C114)
Pressure Regulator, 250 Ib. Max. Inlet/ 0-60 PSI Outlet, ¥2"NPT Inlet
& Outlet

2 1/8" NPT Outlet Ports, Non Reliving, Panel Mount Air Heater/Oven
Oven Air and also used for FID/FPD Air

Pressure Regulator, 250 Ib. Max.Inlet/0-125 PSI, Outlet, %" NPT Inlet
& Outlet
2 1/8" NPT Outlet Ports, Non Reliving, Panel Mount, Valve Air
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Siemens Applied Automation
Gas Chromatograph
Master Spare Parts List

Part Number (US) Part Number (EU) Other Information Weight kg. SN & Kit Ann'l Min. Loc
Warr'y Qty Rate Qty
R30495 GWK-AIR30495 Pressure Regulator, 0-20 PSI, 24" NPT Outlets without Relief 0.49 U
3 - Hole Panel Mount, (Fisher) (Valve Air)
R30500 GWK-AIR30500 Carrier Regulator, 0-60 PSI, Low Pressure, (Fisher 67 Series) 0.53 U
R30510 GWK-AIR30510 Regulator, Fisher 67, 0-100 PSIG, (Aspirator), Flame Air 0.52 U
Sq. Head Adjustable Screw, Two %" NPT Outlets without Relief
2020236-001 GWK-AI2020236-001 R30495 Regulator with 3-hole mounting adapter 0.70 U
2020236-002 GWK-AI2020236-002 R30500 Regulator with 3-hole mounting adapter 0.70 U
2020236-003 GWK-AI2020236-003 R30510 Regulator with 3-hole mounting adapter 0.70 U
R37000 GWK-AIR37000 Pressure Regulator, 0-100 PSI, 550°F Max., Monel Body. 1.03 V]
3000 PSI Max. Inlet, / 0-100 PSI Ouitlet, 1-Inlet & 2-Outlet Ports, %4"
NPT Ports
R37120 GWK-AIR37120 Regulator, 0-500 PSI, 500°F, SST 0.94 U
R40525 GWK-AIR40525 Pressure Regulator, 60-120 PSI,1/8" NPT connections, 0.38 V]
Viton or Buna-N O-Rings & Spring Case, (Masonellian), Carrier
Regulator
R40560 GWK-AIR40560 Pressure Regulator, 2 stage for Hydrogen less Outlet Valve 2.74 U
Inlet Pressure 0-3000 PSIG with 0-4000 PSI Gauge
Outlet Pressure 0-200 PSIG with 0-400 PSI Gauge - %" Outlet Ports
R40561 GWK-AIR40561 Pressure Regulator, 2 Stage for HE/N2 less Outlet Valve 2.75 U
Inlet Pressure 0-3000 PSIG with 0-4000 PSI Gauge
Outlet Pressure 0-200 PSIG with 0-400 PSI Gauge - %" Outlet Ports
R40600 GWK-AIR40600 Regulator, 300 PSI, Block 160°F U
R40700 NN Discontinued; Replaced with R40805 Price not available U
R40760 GWK-AIR40760 Pressure Regulator, 0-300 PSI Out/0-3000 PSI In, Nickel Plated 0.33 U
R40761 NN Discontinued; Replaced with R40525 Price not available U
R40800 GWK-AIR40800 Regulator, 316 SST, Teflon Seat, Panel Mount 0.90 U
3000 Lb. Max. Inlet Pressure, 0-100 Lb. outlet , L port drilling
175°F @ 3000 Lb. Inlet Pressure, (102603PM)
R40805 GWK-AIR40805 Pressure Regulator, 316L SS, Ceramic filled Teflon Seats 0.90 U
Outlet pressure 0-100 Ib. outlet L port drilling
275°F @ 3000 Ib. Inlet pressure
R40814 GWK-AIR40814 Regulator, 2500 PSI, Veriflow U
R40817 GWK-AIR40817 Regulator, Diaphragm 0.03 U
Gauges
1465000-003 NN Discontinued; Replaced with 1465007-001 Price not available U
1465000-009 GWK-AI1465000-009 Gauge 2%" Dial, Dual PSI/kPa, 0-30 PSI, Glass Lens, SST 0.15 U

¥4" MNPT Center Back Mount, 200°C Temperature Range (Working)

03- 2007 GC Spares, Master Global Price List (2006-07-03) No Price.xls Optichrom; Page 9 of 18
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Part Number (US)

Part Number (EU)

Siemens Applied Automation
Gas Chromatograph
Master Spare Parts List

Other Information

Weight kg. SN & Kit Ann'l Min. Loc
Warr'y Qty Rate Qty

1465007-001

1465007-004

G69030

G69060

G69100

G69200

G69805

G75017

G75018

G75019

G75020

G75025

G75925

G75950

03- 2007 GC Spares, Master Global Price List (2006-07-03) No Price.xls

GWK-AI1465007-001

GWK-AI1465007-004

GWK-AIG69030

GWK-AIG69060

GWK-AIG69100

GWK-AIG69200

GWK-AIG69805

GWK-AIG75017

GWK-AIG75018

GWK-AIG75019

GWK-AIG75020

GWK-AIG75025

GWK-AIG75925

GWK-AIG75950

Pressure Gauge, 2" Dial, SST, Dual, PSI/kPa , 0-30 PSI, Glass Lens
2" MNPT, Center Back Mount, (GK35-212-09-DW)

Pressure Gauge, 2%2" Dial, SST, Dual, PSl/kPa , 0-200 PSI, Glass
Lens

2" MNPT, Center Back Mount, (GK35-212-13-DW)

Gauge, Dry, 2" Dial with Rubber Face Gasket, 30 Ib., Dual Scale
PSI/kPa

Phosphor Bronze 1/8" ANPT Center Back Connect, U-Clamp Panel
Mount

Use - Oven Air, Flame Fuel, Purge Gas, Sample Inlet

Gauge, Dry, 2" Dial with Rubber Face Gasket, 60 PSIG, Dual Scale
PSI/kPa

Phosphor Bronze 1/8" Center Back Connect, U-Clamp Panel Mount
Used - Carrier Gas and Flame Air)

Gauge, Dry, 2" Dial with Rubber Face Gasket, 100 PSIG, Dual Scale
PSlI/kPa

Phosphor Bronze 1/8" Center Back Connect, U-Clamp Panel Mount
Use - Valve Air, Program Temperature Oven Air, (PTGC)

Gauge, Dry, 2" Dial with Rubber Face Gasket, 200 PSIG, Dual Scale
PSl/kPa

Phosphor Bronze 1/8" Center Back Connect, U-Clamp Panel Mount
Use - Carrier Gas

Gauge, 2%2"Dial, 0-60 PSIG, Dual Scale PSl/kPa, SST

Y4" MNPT Bottom Mount, Glass Lens

Gauge, 2%2"Dial, 0-30 PSIG, Dual Scale PSI/kPa, SST

Y4" MNPT Bottom Mount, Glass Lens

Gauge, 2%2"Dial, 0-300 PSIG, Dual Scale PSI/kPa, Monel

Y4" MNPT Bottom Mount, Glass Lens

Gauge, 2%2"Dial, 0-100 PSIG, Dual Scale PSI/kPa, Monel

2" MNPT Bottom Mount, with High Temperature Lens and Gasket

Gauge, 2%:"Dial, 0-60 PSIG, Dual Scale PSI/kPa, Brass

4" MNPT Bottom Mount, Plastic Lens

Gauge, 2%;" Dial, 0-100 PSIG, Dual Scale PSI/kPa, Brass

¥+ MNPT Bottom Mount, Glass or Polycarbonate Lens

Gauge, 1%" Dial, 0-100 PSIG, Dual Scale PSI/kPa, Brass

1/8" MNPT Center Bottom Mount, Glass Lens

Gauge, 1%" Dial, 0-200 PSIG, Dual Scale PSI/kPa, Brass

1/8" MNPT Center Bottom Mount, Glass or Polycarbonate Lens
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0.12 U

0.15 U
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0.14 U

0.14 U

Rev: (See above); Printed: 5/14/2007



Form Revision: 3 July 2006

Part Number (US)

Part Number (EU)

Siemens Applied Automation
Gas Chromatograph
Master Spare Parts List

Other Information

Weight kg.

SN & Kit Ann'l
Warr'y Qty Rate Qty

Min. Loc

2013623-001

2013623-003

2013623-005

2013623-007
2000115-002
2000248-002

2013623-004
2013623-006
2013623-002
2013623-008
2000114-003

2013629-001
2013629-002
2013631-001
2013691-001
1671004-001

2000253-001
2000253-002

03- 2007 GC Spares, Master Global Price List (2006-07-03) No Price.xls

GWK-AI2013623-001

GWK-AI2013623-003

GWK-AI2013623-005

GWK-AI2013623-007
GWK-AI2000115-002
GWK-AI2000248-002

GWK-AI2013623-004
GWK-AI2013623-006
GWK-AI2013623-002
GWK-AI2013623-008
NN

GWK-AI2013629-001
GWK-AI2013629-002
GWK-AI2013631-001
GWK-AI2013691-001
GWK-AI1671004-001

GWK-AI2000253-001
GWK-AI2000253-002

Data Hiway Interface Enclosure (DHIE)

Data Hiway Interface Enclosure with Personal Computer Interface;
universal power input

Data Hiway Interface Enclosure with Printer Interface, (PIU); universal
power input

Data Hiway Interface Enclosure with Host Computer Interface-ASCII,
(HCI-A); universal power input

Data Hiway Enclosure, universal power input, (Base Unit Only)
Connector Board Assembly, CSP/DHIE 0.05
Single Board Power Supply Assembly, universal power input, (Hiway 0.82
Interface)

Discontinued; Replaced with 2013623-003
Discontinued; Replaced with 2013623-005
Discontinued; Replaced with 2013623-001
Discontinued; Replaced with 201323-007
Discontinued; Replaced with 2000248-002

Price not available
Price not available
Price not available
Price not available
Price not available

Remote Phone Link Unit
Discontinued; contact factory for replacement
information

Automatic Purge Control Unit (APU) for Optichrom

Automatic X-Purge Device, 115 V

Automatic X-Purge Device, 230 V

X-Purge Gas Valve, For Automatic Purge Device 0.34
Intrinsic Switch Assembly, For Automatic Purge Device 0.10
Air Operated Toggle Valve, N/C, ¥4" MNPT Inlet 0.24
Y4" Tube Fitting Outlet, (SS-92M4-S4-C)

APU 4PDT Power Relay Repair Kit for 115 V

APU 4PDT Power Relay Repair Kit for 230 V

Optichrom; Page 11 of 18
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Siemens Applied Automation
Gas Chromatograph
Master Spare Parts List

Part Number (US) Part Number (EU) Other Information Weight kg. SN & Kit Ann’l Min. Loc
Warr'y Qty Rate Qty
Local Network Interface Controller (LINC)
1262000-002 NN Muffin Fan, 24 VDC Ball bearing 4.69" Sq. X 1.54" thick Price not available ]
No Longer Available, Replaced with 1262000-004
1262000-004 GWK-AI1262000-004 Muffin Fan, 24 VDC Ball bearing with terminal connections 1.16 U
Ref. Dim. 4069 x 4.69 x 1.54, 110 CFM
1481008-004 GWK-AI1481008-004 Power Supply, 150 W, AC-DC, Single Output Open Frame 0.01 U
24 VDC Output, 110-220 VAC Input Auto-Select
8.50 X 4.50 X 2.00, (Map 130-1024), (LINC)
1682002-200 GWK-AI1682002-200 Cable Assembly, 7.5" Long, SPB/LCD,14 Pos. Conn. on both ends, 0.01 U
J4 marked on left end, PSP/LINC
2000212-002 NN Analyzer Controller Board Assembly, ACB2, (LINC) Price not available U
No Longer Available Replaced with ACB2 PCB
2015703-001 GWK-AI2015703-001 Expansion I/O Board Assembly, (LINC) 1.72 ]
2015707-001 GWK-AI2015707-001 Field Termination Panel, (FTP), (LINC) 0.75 U
2015708-001 GWK-AI2015708-001 Cable, Digital Output, 14 " (LINC) 0.02 U
2015709-001 GWK-AI2015709-001 Cable, Digital Input, 13.8" (LINC) 0.05 U
2015710-001 GWK-AI2015710-001 Cable, Analog /0, 13.5" (LINC) 0.03 U
2015711-001 GWK-AI2015711-001 Cable, Serial, 1.13" (LINC) 0.04 U
2015712-001 GWK-AI2015712-001 Cable, Data Hiway, 15" (LINC) 0.03 U
2015713-001 GWK-AI2015713-001 Cable, ACB to I0OB, 5.4" (LINC) 0.03 U
2015714-001 GWK-AI2015714-001 Cable, PS to FTP Power, 4 foot (LINC) 0.05 U
2015715-001 GWK-AI2015715-001 Cable, FTP to IOB Power, 14"(LINC) 0.04 U
2015722-001 GWK-AI2015722-001 Cable, ACB I/O 10B to FTP, 16.8" (LINC) 0.03 U
Oven Components
1622002-001 GWK-AI1622002-001 Probe, Oven Control, (RTD), 1/8" Dia., 0.02 U
For part number 1622005-001; 100 ohm Bare element RTD Probe:,
see "Maxum" tab in section on oven heaters.
2013716-001 GWK-AI2013716-001 Temperature Probe Tube Assembly, (PTGC) U
2013713-001 GWK-AI2013713-001 PTGC Transfer Tube Assembly, Transfer Tube 0.15 U
2013894-001 GWK-AI2013894-001 Oven Security Latch Kit 0.36 U
2013897-001 " Template, Tool to Open Latch 1.00
2013885-001 " Block, Screw Retainer, Oven Latch 1.00
2013886-001 A Block, Anchor Oven Latch 1.00
2000302-001 GWK-AI2000302-001 Air Heater Tubing, 0.8' long, .2500D x .035W 0.03 U

03- 2007 GC Spares, Master Global Price List (2006-07-03) No Price.xls
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Siemens Applied Automation

Gas Chromatograph

Master Spare Parts List

Part Number (US) Part Number (EU) Other Information Weight kg. SN & Kit Ann'l Min. Loc
Warr'y Qty Rate Qty
2000309-001 GWK-AI2000309-001 Oven Mounting Bar 231 U
2000352-004 GWK-AI2000352-004 Air Bath Oven Heater Package, (Advance /Sparger) 0.74 U
2000352-007 GWK-AI2000352-007 Air Bath Oven Heater Package, (PTGC) 0.84 U
F01100 GWK-AIF01100 Fastener Assembly, (Plunger & Receptacle) Nylon Latch Grommet, U
(Oven Door)
H24738 GWK-AIH24738 Heater, HotWatt, 1400 Watts, 115/230 VAC, (Air Bath Heaters/2100) 0.31 U
P85100 GWK-AIP85100 Probe, Over-Temp and Shut Down, (Veco-SF7-2) 0.04 ]
V20305 GWK-AIV20305 Needle Flow Control Valve, 1/16", Inlet/Outlet, (SS-SS1-A-OH-SL) 0.06 U
(requires Valve Guide A50048)
V20310 GWK-AIV20310 Needle Adjust Valve, 1/8" Inlet/Outlet, (SS-SS2-A-OH-SL) 0.08 U
V85092 GWK-AIV85092 Air Operated Sample Splitter Valve, N/C,300 PSI Max, 50-150 PSI Air 0.22 U
(SS-92F2-A-C)
V85093 GWK-AIV85093 Air Operated Sample Shut-Off Valve, N/O,450 PSI Max, 50-150 PSI 0.22 U
Air
(SS-92F2-A-0)
V95000 GWK-AIV95000 Vortex Tube, Model 106-8-H, (Oven Cooler), (CFM Anti Icing 0.10 U
generator Bushing)
2015535-001 GWK-AI2015535-001 Deflector Assembly, (PTGC) 0.47 U
2013627-001 GWK-AI2013627-001 Regulator Assembly, Complete, Column Comp Air, (PTGC) 0.51 U
1282006-002 GWK-AI1282006-002 Filter / silencer, Microfibre, 1/2"NPT inlet 0.25 U
Thermistor Detector (TD)
Det. Seal Ass'y (See Maxum Methanator Sec'n; 2000357-001)
See "Maxum" tab; "TCD" section for B02173; metal inserts
1542100-003 GWK-AI1542100-003 Thermistor Beads, 100K Double Dipped, Y mount, 7" leads 0.02 U
(Veco-51A152/2) Used For ITC in FID
2013681-002 GWK-AI2013681-002 ITC Detector Assembly with Bushing U
2015539-001 GWK-AI2015539-001 Thermistor Detector Assembly U
B02153 GWK-AIB02153 Thermistor Detector, TCD-3M, 30K-30K, 100K DD For Hydrogen, 2.37 U
Adv/2100
B02171 GWK-AIB02171 TCD-3 Block, Insulation Plate, (B02153/2000719-001) 0.01 U
B02172 GWK-AIB02172 TC-3 Block Cover, (B02153/2000719-001) 0.11 U
B02174 GWK-AIB02174 TCD-3 Block Body, (B02153/2000719-001) 0.52 U
B02378 GWK-AIB02378 Teflon Bushing Insert for TC Detectors, (B02153 / 2000719- U
001)(around diverter)
T28005 GWK-AIT28005 Thermistor Beads, 8K D-Dipped for Hydrogen, (Pair), (Veco-38C2/16) 0.01 U

03- 2007 GC Spares, Master Global Price List (2006-07-03) No Price.xls
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Part Number (US) Part Number (EU) Other Information Weight kg. SN & Kit Ann'l Min. Loc
Warr'y Qty Rate Qty
T28006 GWK-AIT28006 Thermistor Beads, 30K Double Dipped (pair) for Hydrogen, (Standard) 0.01 ]
(Veco-51A152/1) used in B02153 / B02310
T33010 GWK-AIT33010 Thermistor Beads, 100K Double Dipped (pair) for Hydrogen, 0.01 U
(Standard)
(Veco-43A84/5) used in B02153 / B02310
B02310 GWK-AIB02310 Block, Detector, 3 Thermister 30K, 30K, 100K, Advance/EMS 12 Price not available 0.12 U
B02320 GWK-AIB02320 Block, Detector 3 Thermister Body, (B02310) U
B02365 GWK-AIB02365 Block, Detector 3 Thermister Bracket Mounting, (B02310) 0.01 U
B02370 GWK-AIB02370 Block, Detector 3 Thermister Insert, (B02310) U
039006 GWK-AIO39006 Viton O-Ring, Size 006 1/8 ID X ¥4 OD X 1/16, (Electrode) Min. Qty. 25 u
(2000470-001/B02310)
F01500 GWK-AIF01500 Connector Feed-through, (B02310) U
Flame lonization Detector (FID)
1212005-001 GWK-AI1212005-001 Terminal Block, Porcelain, High Temperature, (2000470-001) 0.03 U
1531000-003 GWK-AI1531000-003 FID Viton O-Ring, Size 0.35, 2.239 ID x 0.070 Dia,(Sensor Cover), U
(2000470-001)
1622100-001 GWK-AI1622100-001 FID Thermocouple, 1.875" long, (2000470-001) 0.01 u
2015540-001 GWK-AI2015540-001 Flame lonization Detector, (Modular FID) 1.38 U
2000117-002 GWK-AI2000117-002 Flame lonization Detector Board, 500:1 Range Change 0.47 U
2000117-003 GWK-AI2000117-003 Flame lonization Detector Board, 500:10 Range Change 0.47 U
2000117-004 GWK-AI2000117-004 Flame lonization Detector Board, 500:100 Range Change 0.48 U
2000117-006 GWK-AI2000117-006 Flame lonization Detector Board, 5000:10 Range Change 0.48 U
2000470-001 GWK-AI2000470-001 FID Detector Assembly 2.37 U
2000471-001 GWK-AI2000471-001 FID Wire & Seal Assembly, (2000470-001) 0.39 u
2000244-001 GWK-AI2000244-001 FID Signal Cable, (2000471-001) 0.03 u
1221007-001 GWK-AI1221007-001 FID Signal Cable Repair Connector (for the end of the cable in the U
EC)
2000472-001 GWK-AI2000472-001 FID Burner Tip, (Burner Unit), (2000470-001) u
2000473-001 GWK-AI2000473-001 FID Burner Ferrule, (2000470-001) U
2000474-001 GWK-AI2000474-001 FID Burner Clamp Nut, (2000470-001) u
2000475-001 GWK-AI2000475-001 FID Feed-through Insulator, (Bias/Ignitor & Collector, (2000470-001)) U
2000477-002 GWK-AI2000477-002 FID Feed-through Insulator Clamp, (2000470-001) 0.01 U
2000480-001 GWK-AI2000480-001 Discontinued. Replace with 2000480-002. Price not available 0.01 U
2000480-002 GWK-AI2000480-002 FID Baffle Plate, (2000470-001) 0.01 u
2000481-001 GWK-AI2000481-001 FID Terminal Cover, (2000470-001) 0.45 u
2000482-001 GWK-AI2000482-001 FID Sensor Cover, (2000470-001) 0.36 u
2000486-001C GWK-AI2000486-001C  FID Collector Electrode Assembly, (2000470-001) 0.01 u
2000479-001 GWK-AI2000479-001 FID Mounting Ring, (2000486-001) u
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Part Number (US) Part Number (EU) Other Information Weight kg. SN & Kit Ann'l Min. Loc
Warr'y Qty Rate Qty
2000483-001 GWK-AI2000483-001 FID Collector Ignitor Wire, (2000486-001) U
2000487-001 GWK-AI2000487-001 FID Bias Ignitor Electrode Assembly, (2000470-001) U
2000407-001 GWK-AI2000407-001 Coax Grounding Block, (2000470-001) U
2000489-001C GWK-AI2000489-001C  FID Flame Arrestor Assembly U
1666020-001 GWK-AI1666020-001 FID Flame Arrestor Mushroom, (Custom) 0.63 U
2000490-001 GWK-AI2000490-001 FID Burner Body, (2000470-001) 1.38 U
2000492-001 GWK-AI2000492-001 ITC Assembly, (2000470-001) 0.07 U
2015511-001 GWK-AI2015511-001 FID In-Line Flame Arrestor, 1/8" NPT Assembly, 303 SST 0.25 U
2015511-002 GWK-AI2015511-002 FID In-Line Flame Arrestor, 1/8" NPT Assembly, 316 SST 0.25 U
2015511-003 GWK-AI2015511-003 FID In-Line Flame Arrestor, 1/8" NPT Assembly, Hastelloy B 0.28 U
2015511-004 GWK-AI2015511-004 FID In-Line Flame Arrestor, 1/8" NPT Assembly, Hastelloy C 0.28 U
F37759 GWK-AIF37759 Fitting, Snubber, ¥2"M X F, SST, (without Teflon tape), 0.05 U
(use FID/FPD, Flame Arrestor)
F22920 GWK-AIF22920 Fitting, Carrier & Hydrogen Inlet, 1/16" 0.01 U
F22922 GWK-AIF22922 Fitting, Air Inlet, 1/8 M to 1/16", FID/FPD 0.02 U
F22934 GWK-AIF22934 Fitting, Hydrogen Carrier Inlet, 1/16" U
N80005 GWK-AIN80005 Nut, Tru-Seal Y%, (350-TSE01-50) U
N80015 GWK-AIN80015 Nut, Tru-Seal 1-11, (2015540-001) 0.03 U
R84010 GWK-AIR84010 Restrictor Coil, Hydrogen, .0625 x .010 ID (5 foot) 0.02 U
039010 GWK-AIO39010 O-Ring, Viton, Size 010 ¥2" IDx3/8"ODx1/6"W, (Insulator), (2000470- Min. Qty. 25 U
001)
For O-Rings, see also TCD section (O39006) U
1310030-001 GWK-AI1310030-001 Filter Disc, .250 Dia. .062 Tk., 40 Micron Porosity, stainless U
steel,(2000470-001)
X00604 GWK-AIX00604 FID Detector Repair Kit, (For Detector cell side of FID Block) 0.05 U
1310030-001 ~ Disc 0.250 Diameter 2.00
1531000-003 ~ O-Ring, size 035, 2.239 ID, 0.070 Dia, Viton 1.00
2000472-001 ~ Burner Tip; FID Burner 1.00
2000473-001 ~ Burner Ferrule FID 1.00
2000475-001 ~ Feed Through Insullator 2.00
2000479-001 A Mounting Ring Collector 1.00
X00605 GWK-AIX00605 Advance FID 2 Repair Kit 0.10 U
1212005-001 ~ Terminal Block, 4 POS,High temperature, Porcelain 1.00
1291013-001 A Fitting, male connector, 1/16T X 1/16M, BT, SST 1.00
1312012-202 " Screw, 2-56 X 1/8, machine, pan head, slotted drive, SST 1.00
1542100-003 ~ Thermistor, 100 K,Doulble Dipped, Y mount 1.00
1622100-001 ~ Thermocouple, Type-K,1.875 LG X .062 dia. 1.00
2000407-001 A Coax Grounding Block 1.00
2000474-001 ~ Burner clamp nut FID 1.00
2000480-001 ~ Baffle 1.00
2000486-001C ~ Collector Electrode Assembly 1.00
2000487-001 A Ignitor Bias Electrode 1.00
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1310030-001 ~ Disc .250 dia.meter 2.00

1531000-003 " O-Ring, size 035,2.239 ID, 0.070 dia., Viton 1.00

2000472-001 ~ Burner tip FID Burner 1.00

2000473-001 ~ Burner Ferrule FID 1.00

2000475-001 ~ Feed Through Insulator 2.00

Flame Photometric Detector (FPD)
2000736-001 GWK-AI2000736-001 Flame Photometric Detector Assembly 1.28 U
1622100-002 GWK-AI1622100-002 FPD Flame Out Thermocouple, 2.875" long, (2000736-001) U
2000785-001 GWK-AI2000785-001 FPD Ignition Nail, (2000736-001) U
2013663-001 GWK-AI2013663-001 FPD Wiring Seal Assembly, (2015541-001) 0.21 U
2013664-001 GWK-AI2013664-001 FPD Interconnect Signal Cable Assembly, (2015541-001) 0.02 U
2000117-005 GWK-AI2000117-005 Flame Photometric Detector Board, Gain 0.1 0.48 U
B05223 GWK-AIB05223 Flame Photometric Detector Bias Board 0.62 U
2000163-002 GWK-AI2000163-002 2100/Advance Adapter Board 0.06 U
2000183-001 GWK-AI2000183-001 Interconnect Cable, ATB to Filament Detector and FPD Bd. 0.10 U
1426000-004 GWK-AI1426000-004 End Cap for Photo Multiplier Tube (T82750) U
2015569-001 GWK-AI2015569-001 Fitting, Assembly Carrier & Hydrogen Inlet (coated) U
F04735 GWK-AIF04735 FPD Flame Head Body, (2000736-001) 0.67 U
F04736 GWK-AIF04736 FPD Burner Tip, (2000736-001) 0.01 U
F04737 GWK-AIF04737 FPD Optical Wave Guide Assembly, (Light Pipe), (2000736-001) 0.14 U
F04738 GWK-AIF04738 FPD Barrier Tube, (2000736-001) 0.67 U
F04739 GWK-AIF04739 FPD Plate Cap, (2000736-001) 0.31 U
F04740 GWK-AIF04740 FPD Base Plate, (2000736-001) 0.23 U
F04746 GWK-AIF04746 FPD Optical Interference Filter, (Advance/2100) 0.01 U
H34000 GWK-AIH34000 FPD Heater, Silicone Rubber, (6x5) 40 Ohms, +/- Column, 5% 0.05 U
039008 GWK-AIO39008 FPD Viton O-Ring, Size .008, 3/16 ID x 1/16, (2000736-001) Min. Qty. 20 U
039015 GWK-AIO39015 FPD Viton O-Ring Size, 015, 9/16 ID x 1/16, (2000736-001) Min. Qty. 20 U
039030 GWK-AIO39030 FPD Viton O-Ring Size, .030 5/8 ID x 1/16, (2000736-001) U
P32500 GWK-AIP32500 FPD Photo Multiplier Tube Assembly 0.54 U
P83729 GWK-AIP83729 FPD Power Supply, 24VDC, 1.2 Amp, (Universal Power) For 2000201- U
001

T15200 GWK-AIT15200 FPD Control Thermistor, (Temperature Probe) U
T82750 GWK-AIT82750 FPD Photo-Multiplier Tube, (Only) U
X00684 GWK-AIX00684 FPD Repair Kit 0.17 U

1622100-002 N Thermocouple, Type-K, 2.875 X .062 Dia 2.00

2000785-001 " Flame Photometric Ignitor 2.00

F04738 ~ FPD Barrier Tube, (2000736-001) 1.00

2015569-001 A Fitting, Carrier & Hydrogen inlet, Coated 1.00

F22922 ~ Fitting, air inlet, FID, 1/8, SST 1.00
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F65701 A Fitting, back ferrule, 1/16T, Teflon 2.00
F65901 ~ Fitting, front ferrule, 1/16T, Teflon 2.00
H34000 A Heater, Silicon Rubber, 6 X 5,40 Ohms 1.00
039008 ~ O-Ring, Size 008, 3/16 ID X 1/16, Viton 2.00
039015 " O-Ring, Size 015, 9/16 ID X 1/16, Viton 2.00
039030 ~ O-Ring, Size 030, 1 5/8 ID X 1/16, Viton 2.00
Low Volume Filament Detector (LVFD)
Det. Seal Ass'y (See Maxum Methanator Sec'n; 2000357-001)
For ATB Interconnect cable, see FPD Section (2000183-001)
For TCD Block and Body parts, see Thermistor Detector section
See "Maxum" tab; "TCD" section for metal insert 2000717-001
1241001-001 GWK-AI1241001-001 Low Volume Filaments, Matched Pair, 22 Ohm, (2000719-001) 0.03 U
2000176-003 GWK-AI2000176-003 Filament Detector Amplifier Board 0.08 U
2000718-001 GWK-AI2000718-001 TC Detector Filament Tag, 20 Ohm, (2000719-001) U
2000719-001 GWK-AI2000719-001 Low Volume Filament Detector Cell Assembly, (22 ohm/22 ohm/100K) U
Photo-lonization Detector (PID)
1104000-001 GWK-AI1104000-001 PID Assembly, (Complete) 3.93 U
1161000-007 GWK-AI1161000-007 PID Power Supply Assembly 1.52 U
1252010-001 GWK-AI1252010-001 PID Krypton Lamp, 10 EV 0.75 U
1291229-001 GWK-AI1291229-001 PID Graphite Ferrule, 1/8", (76458-0002) U
1355000-001 GWK-AI1355000-001 PID Middle Insulator U
1355000-002 GWK-AI1355000-002 PID Bottom Insulator U
1532003-001 GWK-AI1532003-001 PID Seal Disc, .120 ID U
1662040-001 GWK-AI1662040-001 PID Quartz Tubing Jet ]
Miscellaneous Detectors Parts
1201002-300 GWK-AI1201002-300 Fitting, ¥2" Union, (Cenelec Certified) 0.16 U
G83500 GWK-AIG83500 Glow-Plug, Long for FID 0.01 U

03- 2007 GC Spares, Master Global Price List (2006-07-03) No Price.xls

(Ignition Source For 2100 FID)

Optichrom; Page 17 of 18

Rev: (See above); Printed: 5/14/2007



Siemens Applied Automation
Gas Chromatograph
Master Spare Parts List

Form Revision: 3 July 2006

Part Number (US) Part Number (EU) Other Information Weight kg. SN & Kit Ann'l Min. Loc
Warr'y Qty Rate Qty

Air Treater
See Maxum section.
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PGC 302 and PGC 202
302 and 202 Workstation Software
Use EU p/n S79610-S12-A68 Software (DOS: Op. Prog. "Bedi", Configuration "Konfig", PCPU-2) E
Use EU p/n S79610-S25-A68 Software (DOS: Op. Prog. "Bedi"; simulation; requires S79610-S12- E
AB8)
Models 302 and 202 Power Supplies
1900408-001 C79451-A3410-B20 Power supply unit 230V -> 24V / 4A E
1900409-001 C79451-A3410-B21 Power supply unit 115V -> 24V / 4A E
1900365-001 C79451-A3324-B61 Power supply unit 230V -> 24V / 8A E
1900366-001 C79451-A3324-B62 Power supply unit 115V -> 24V /8A E
Models 302 and 202 Detector Boards
1900436-001 C79458-.2428-A1 TCD-board E
1900434-001 C79458-.2426-A1 FID-board E
1900435-001 C79458-1.2426-A2 FPD-board E
Use EU p/n C79458-.2432-A1 ECD-board E
Models 302 and 202 PCPU, Interface module, Simatic
I/0
1900432-001 C79458-.2232-A3 P-CPU-2 E
1900437-001 C79458-L2430-A1 Interface module 3 E
1900010-001 6ES5482-4UA11 Digital input/output module 16/24 inputs, 16/8 outputs E
Use EU p/n 6ES5460-4UA13 Analog input module 8 inputs E
Use EU p/n 6ES5430-4UA13 Digital input module 32 inputs 24V E
Use EU p/n 6ES5470-4UA12 Analog output module 8 outputs 0-20mA E
1900009-001 6ES5470-4UC12 Analog output module 8 outputs 4-20mA E
1900007-001 6ES5453-4UA12 Digital output 16 x 2A E
1900006-001 6ES5451-4UA13 Digital output 32 x 0,5A E
1900011-001 6ES5497-4UB31 Screw connector E
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1900401-001 C79451-A3364-D37 RS232 / RS485 Serial Converter, 2/4 Wire, DIN Rail E

Model 302 Oven and Housing Equipment

1900512-001 W79086-D3-A60 Temperature limiter, 60°C E
1900471-001 W75086-D1-A120 Temperature limiter, 120°C E
1900472-001 W75086-D1-A185 Temperature limiter, 185°C E
1900474-001 W75086-D1-A280 Temperature limiter, 280°C E
1900468-001 W75083-A1001-F115 Set of Airless oven heating cartridges; 115V: 2 in parallel 230V: 2 E
serial
1900470-001 W75085-C1011-X Airless oven temperature measuring resistor Pt100 E
Use EU p/n C79451-A3404-B218 Axial fan, 24V E
Model 202 Oven and Housing Equipment
Use EU p/n WIF-401-01044 Propeller, plastics E
Use EU p/n WIF-902-01007 Propeller, in oven, metal E
Use EU p/n WIF-902-01005 Fan motor E
Use EU p/n WIF-401-01518 Motor condenser E
Use EU p/n WIF-902-01001 Switch, door contact E
Use EU p/n WIF-902-01012 Flap motor with gearbox E
Use EU p/n WIF-401-01527 Temperature sensor Pt100, oven E
Use EU p/n WIF-401-01526 Heater cartridge, oven E
Models 302 and 202 Components in the terminal
compartment
Use EU p/n C79451-A3404-B801 Terminal board (302) E
Use EU p/n WIF-401-1810 Terminal board (Model 202) E
Use EU p/n V23056-A0105-A401 Relay on upper side of terminal board (Model 202) E
Use EU p/n C79451-A3404-B806 Heater control board E
Use EU p/n W75053-C1001-D112 ABB contactor, 115V E
Use EU p/n W75053-C1001-E112 ABB contactor, 230V E
Use EU p/n W75078-D4-X Fuse unit E
Use EU p/n W79024-B9281-B253 Electronic power relay E
Use EU p/n W79041-E4203-K2 Mains filter, 115V E
Use EU p/n W79041-E4163-B1 Mains filter, 230V E
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Model 302 Components in the explosion-proof

controller
Use EU p/n C75451-71453-U2 Controller for EX-protection, Bachmann E
Use EU p/n C75451-71453-U1 Control unit to operate EX-protection, Bachmann E
1900137-001 C75451-71453-U3 Mains component 115V E
1900138-001 C75451-71453-U4 Mains component 230V E
Needle Valves
1900128-001 C74402-A2246-A6 Needle valve, graphite E
1900129-001 C74402-A2246-A7 Needle valve, PTFE E
Model 302 Heated gas connection
1900376-001 C79451-A3358-B96 Temperature measuring resistor Pt100 E
1900227-001 C79304-A3000-D16 Connection piece, 1=1200mm , 6mm Swagelok connector E
Detector, Valve and Oven Components
Use EU p/n C79211-A3005-B16 Heating cartridge 230V (for all non-Ex detectors and injectors) E
1900185-001 C79211-A3005-B17 Heating cartridge 115V (for non-Ex detectors) E
1900184-001 C79211-A3005-B15 Temperature measuring resistor Pt100 (for all non-Ex hardware) E
1900467-001 W75083-A1001-D115 Detector heating cartridge, 115V (for all Ex detectors and LIV) E
Use EU p/n W75083-A1001-D230 Detector heating cartridge, 230V (for all Ex detectors and LIV) E
1900469-001 W75085-C1010-X Temperature measuring resistor Pt100 (for 302 FID and FPD) E
1900374-001 C79451-A3358-B94 Set of 2 heating cartridges (H2 reactor); 100W; 115V/parallel; E
230V/serial
1900190-001 C79211-A3009-D2 Cable: ECD Supply -or- HID Pulse E
1900191-001 C79211-A3009-D3 Cable: ECD Measuring -or- HID Signal Electrode E
1900196-001 C79211-A3023-B20 Ignition module for FID / FPD E
1900208-001 C79304-A3000-B1 Sealing washer for 202 FID and 302 ECD; set of 5 pieces E
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Model 302 Thermal Conductivity Detector (TCD)
1900175-001 C79211-A3005-A13 TCD, without EX-protection,chamber volume 70pl E
1900176-001 C79211-A3005-A14 TCD, without EX-protection,chamber volume 350l E
1900173-001 C79211-A3005-Al11 TCD, explosion-proof design, chamber volume 70yl E
1900174-001 C79211-A3005-A12 TCD, explosion-proof design, chamber volume 350pl E
Model 202 Thermal Conductivity Detector (TCD)
1900180-001 C79211-A3005-A9 Thermal conductivity detector, chamber volume 70 pl E
Use EU p/n C79452-7380-A2 TCD cell, chamber volume 70 pl E
Use EU p/n C79211-A3005-A10 Thermal conductivity detector, chamber volume 350 pl E
1900048-001 C71451-7380-M3 WX filaments E
Use EU p/n C74211-A113-C3 Spanner E
Model 302 Flame lonization Detector (FID)
1900405-001 C79451-A3404-B91 Flame ionization detector (FID), explosion-proof E
1900404-001 C79451-A3404-B90 Flame ionization detector (FID), without EX protection E
Use EU p/n C79211-A3023-A2 FID, without EX-protection, without ignition module E
1900231-001 C79304-A3000-D20 Set of gaskets for FID E
1900199-001 C79211-A3023-C12 Filter for FID E
Use EU p/n C79211-A3000-D10 Nozzle ( quartz-glass) for FID E
1900194-001 C79211-A3023-B13 FID-cable, complete E
1901935-001 C79211-A3023-B7 FID upper part with electrodes E
Model 202 Flame lonization Detector (FID)
1900161-001 C79211-A3003-A1 Flame ionization detector, complete (230 vac version) E
Use EU p/n C79211-A3003-A5 Flame ionization detector, complete (115 vac version) E
1900167-001 C79211-A3003-B56 Ignition cable, complete E
Use EU p/n C79304-A3000-D41 Nozzle with 5 gaskets E
1900172-001 C79211-A3003-D4 Signal cable E
1900236-001 C79304-A3000-D42 Gasket for ionisation chamber, set: 5 pieces E
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Models 302 and 202 Flame Photometric Detector
(FPD) without Ex-protection
Use EU p/n C79211-A3006-A1 FPD complete, without EX-protection, 230V E
Use EU p/n C79211-A3006-A9 FPD complete, without EX-protection, 115V E
1900240-001 C79304-A3000-D9 Set: Gaskets for Non-EX-FPD E
1900203-001 C79211-A3026-Al Flame photometric detector complete, explosion-proof E
1900232-001 C79304-A3000-D21 Set: Gaskets for EX-FPD E
Use EU p/n C79211-A3006-B17 Supply cable FPD E
Use EU p/n F79211-A3006-B18 Measuring cable FPD E
Use EU p/n C79211-A3006-B24 Ignition cable FPD E
Use EU p/n C79211-A3006-C3 Reflector, FPD E
1900233-001 C79304-A3000-D22 Nozzle, Quartzglass for FPD including conical gasket E
1900206-001 C79285-F1252-F1 Filter, 399nm ( sulphur) for FPD E
1900207-001 C79285-7184-C1 Quartz disk for FPD E
1900479-001 W79045-A4000 Photomultiplier for FPD E
Models 302 and 202 Electron Capture Detector (ECD)
Use EU p/n C79211-A3009-A3 Electron capture detector (ECD), 230V E
Use EU p/n C79211-A3009-A5 Electron capture detector (ECD), 115V E
1900182-001 C79211-A3005-B14 Heating cartridge E
1900188-001 C79211-A3009-B15 Nozzle with pressed-on conical gasket E
Model 202 Helium lonization Detector (HeD)
Use EU p/n C79211-A3020-A1 Helium ionisation detector (HeD) E
Models 302 and 202 Hydrogenation Reactor
Use EU p/n C79211-A3024-A2 Hydrogenation reactor, complete without Ex-protection E
Use EU p/n C79211-A3024-A1 Hydrogenation reactor, complete, explosion-proof E
1900202-001 C79211-A3024-B9 Measuring resistor Pt100 E
Use EU p/n C79211-A3028-A1 Combi reactor E
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Use EU p/n C79211-A3028-B4 Hydrogenation tube E
Use EU p/n C79211-A3028-B2 Cracking tube E
Restriction Orifices
Use EU p/n C74302-A32-B611 Restriction orifice, class 1 E
Use EU p/n C74302-A32-B614 Restriction orifice, class 4 E
Use EU p/n C74302-A32-B615 Restriction orifice, class 5 E
Use EU p/n C74302-A32-B616 Restriction orifice, class 6 E
Use EU p/n C74302-A32-B617 Restriction orifice, class 7 E
Use EU p/n C74302-A32-B618 Restriction orifice, class 8 E
Use EU p/n C74302-A32-B619 Restriction orifice, class 9 E
Use EU p/n C74304-A16-B305 Restriction, fused silica 1.D.=0,15, O.D.=0,3mm length=6m E
Pressure Gauges and Controllers
1900242-001 C79402-F779-Al Pressure gauge, 2.5 bar E
1900243-001 C79402-F779-S1 Pressure gauge, 6 bar E
1900253-001 C79450-A3006-A3 Pressure controller, 6bar E
1900254-001 C79450-A3006-A5 Difference pressure controller E
1900481-001 W79050-X302-A1 Pressure Switch E
Solenoid and Pneumatic Control Valves
Use EU p/n C79402-71010-A23 Solenoid valve, 230V, for purging in Zone 1 E
1900245-001 C79402-Z21010-A25 Solenoid valve, 115V, for purging in Zone 1 E
1900226-001 C79304-A3000-D15 Solenoid valve, for control gas, including connectors E
1900224-001 C79304-A3000-D13 Solenoid valve 24V, for Live-injection, inert carrier gas E
1900225-001 C79304-A3000-D14 Solenoid valve 24V, for Live Back and Cut, inert carrier gas E
1900271-001 F79451-A3040-B207 2-way Solenoid Valve, NC E
1900272-001 C79451-A3040-B208 Solenoid valve 24V, for Live Back with needle valve, lab version, E
inert carrier
1900273-001 C79451-A3040-B209 Solenoid valve 24V, for Live Cut with 2 needle valves, lab version, E
inert carrier
Use EU p/n C79304-A3000-D12 Pneumatic slider valve for Live-Switching; EX-Instruments, H2 carrier E
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Pipes and Fittings
1900092-001 C74304-A16-C290 Adaptor, 4mm -> 1.5mm E
1900093-001 F74304-A16-C291 Adaptor, 1.5mm -> 1.5mm E
1900106-001 F74304-A16-C452 Adaptor, 1.5mm -> 1/8"mm E
Use EU p/n C74304-A16-C474 Adaptor, 4mm -> 4mm E
1900104-001 F74304-A16-C449 3 fold distributor, 1.5mm ->1.5mm E
1900105-001 F74304-A16-C450 4 fold distributor, 1.5mm ->1.5mm E
1900213-001 F79304-A3000-C26 4 fold distributor, 1mm -> 1.5mm E
1900068-001 C74304-A16-B286 6 fold distributor, 1.5mm ->1.5mm E
Use EU p/n C74304-A16-C475 Injection split E
1900096-001 F74304-A16-C293 Nut M7 x 0.75 E
1900228-001 C79304-A3000-D17 Set: Fittings for capillary columns E
1900229-001 C79304-A3000-D18 Set: Fittings for 1.5mm and 3mm tubes E
1900230-001 C79304-A3000-D19 Set: Fittings fir 4mm tubes (packed columns) E
1900071-001 C74304-A16-B304 Tube 1.5mm x 0.25mm x 6m E
Other Parts
Use EU p/n 6ES54514UA14 SIMATIC S5, DIGITALAUSGABE 451-4 E
Use EU p/n 6ES54704UC13 SIMATIC S5, ANALOGAUSGABE 470 E
Use EU p/n 6ES59800CA11 BATTERIE,KOMPLETT E
Use EU p/n 6ES76432AB000BA1 SIMATIC PC RI45 PII E
Use EU p/n 6ES76432AB000DAL SIMATIC PC RI45 PII E
Use EU p/n 7KQ11008AA BEDIENFELD, SI E
Use EU p/n 7KQ11008AB BEDIENFELD, ENGLISCH E
Use EU p/n 7KQ11051BB Probengeber LS20 m.Halterg. u. Anschaltg E
Use EU p/n 7KQ11053BB Probengeber LS32 m.Halterg. u. Anschaltg E
Use EU p/n 7KQ11055AA DOSIERSPRITZE DOSIERVOLUMEN 0 BIS 0,5 UL E
Use EU p/n 7KQ11055AB DOSIERSPRITZE DOSIERVOLUMEN 0 BIS 1 UL E
Use EU p/n 7KQ11055AC DOSIERSPRITZE DOSIERVOLUMEN 0 BIS 5 UL E
Use EU p/n 7KQ11056AA REPARATURSATZ FUER DOSIERSPRITZEN, E
Use EU p/n 7KQ11056AB REPARATURSATZ FUER DOSIERSPRITZEN, E
Use EU p/n 7KQ11056AC REPARATURSATZ FUER DOSIERSPRITZEN, E
Use EU p/n 7KQ11057AA PROBENFLASCHEN (100 STUECK A 1,5 ML) E
Use EU p/n 7KQ11057AB PROBENFLASCHEN E
Use EU p/n 7KQ11057C SEPTEN (100 STUECK) E
Use EU p/n 7KQ11058A GERAETEHANDBUCH AUTOSAMPLER DEUTSCH E
Use EU p/n 7KQ11058B GERAETEHANDBUCH AUTOSAMPLER ENGLISCH E
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Use EU p/n 7KQ12008AS BAUSATZ-TRENNS.F61 E
Use EU p/n 7KQ19008AD FILTER-TEILER E
Use EU p/n 7KQ19008BD METHANIZER, HYDRIERREAKTOR FUER DIE REDU E
Use EU p/n 7KQ19008BE METHANIZER MIT EIGENER HEIZUNG (O-FID) E
Use EU p/n 7KQ19008BF REAKTIONSKAPILLARE ZUM CRACK-REAKTOR E
Use EU p/n 7KQ19018CD Lecksuchspray E
Use EU p/n 7KQ19018CE Seifenblasenstroemungsmesser E
Use EU p/n 7KQ22008AA BEDIENFELD, P300 E
Use EU p/n 7KQ22008AE BEDIENFELD FRZ. E
Use EU p/n A5E00073828 BUCHSE / Adapter fiir Wide-Bore-SAULEN E
Use EU p/n A5E00102270 RSP-Baugruppe E
Use EU p/n A5E00102279 CAC Kommunikationsprozessor E
Use EU p/n A5E00104837 EPC-Baugruppe ( 3 Drucksensoren ) E
Use EU p/n A5E00105041 3/2-Wege-MV, stromlos gedffnet "D" E
Use EU p/n A5E00117261 Seitendeckel SAM E
Use EU p/n A5E00117263 Hauptdeckel SAM E
Use EU p/n A5E00140216 Kabeldurchfihrung vergossen, kpl. E
Use EU p/n A5E00140232 Displayplatine E
Use EU p/n A5E00146499 Isolierdeckel, kpl. E
Use EU p/n A5E00160856 Kugel-Druckmutter, kpl. E
Use EU p/n A5E00162568 3/2-Wege-MV, stromlos geschlossen "C" E
Use EU p/n A5E00196428 Schauglas, verklebt E
Use EU p/n A5E00209700 Modul A0O1 E
Use EU p/n A5E00209753 Modul A02 E
Use EU p/n A5E00209756 Modul A03 E
Use EU p/n A5E00209765 Modul A04 E
Use EU p/n A5E00209774 Modul A05 E
Use EU p/n A5E00209800 Modul A06 E
Use EU p/n A5E00209802 Modul A07 E
Use EU p/n A5E00209808 Modul A08 E
Use EU p/n A5E00209858 O-Ring Set (SAM) E
Use EU p/n A5E00209905 Abziehwerkzeug fur Analysenmodul ( SAM ) E
Use EU p/n B71616A65A957 Netztrafo 110...240V/1,5V AC 90A E
Use EU p/n B78001J53A23 SPULE KPL. MIT SCHALENKERN E
Use EU p/n B78001J65A27 UEBERTRAGER (WLD-STROMVERSORGUNG) E
Use EU p/n B78001J67A142 UEBERTRAGER (WLD-STROMVERSORGUNG) E
Use EU p/n C70211A1677C56 FILTER E
Use EU p/n C70211A1677C56 FILTER E
Use EU p/n C70211A2525C5 MEMBRANE FUER 6-WEGE-MEMBRANVENTIL E
Use EU p/n C70211A794C382 BUCHSE E
Use EU p/n C70211A794C382 BUCHSE E
Use EU p/n C70211A794C383 SPLINTSCHEIBE E
Use EU p/n C70211A794C384 UEBERWURFMUTTER E
Use EU p/n C71121Z100A164 O-RING E
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C711217100A164
C711217100A3
C711217100A84
C711217100A90
C711217314G10
C71127A12C11
C71127A12C12
C71127A12C7
C71127A8B5
C71127A8C22
C71127A8C23
C71127A8C24
C71127A8C37
C71127793A2
C713152153C2
C713157153M4
C71327287B28
C713347708L14
C71402F435512
C71402Z156R37
C714087184V2
C714082459Q9
C71450A56A29
C71450A56A31
C71451A316A12
C71451A316C85
C71451A316D2
C71451A348B49
C723152153C14
C72315769G203
C72452A98B63
C74195A46A2
C74211A113A3
C74211A113C2
C74211A117A3
C74211A117A3
C74211A117B17
C74211A117B17
C74211A117B32
C74211A117C13
C74211A117C26
C74211A117C30
C74211A117C50
C74211A117C83

O-RING

O-RING

O-RING (INNEN D 7,64)
O-RING

TELLERFEDER

DICHTUNG RD 18

DICHTUNG (D 23X15,5)
DICHTUNG (D 30X15)
FLANSCH, VOLLSTAENDIG
DICHTUNG

Glasrohr

DICHTUNG

DICHTUNG

FILTEREINSATZ FUER FLUESSIGKEITSFILTER
MIKROSCHALTER
ROLLENHEBEL

SICHERUNG FF10A
FLACHSTECKER
DRUCKANZEIGER FUER DRUCKREGLER 0 BIS 2,5
O-RING

Messwiderstand
10-Gang-Drahtpotentiometer 1 K
DURCHFUEHRUNG, STAHL
DURCHFUEHRUNG, STAHL(BEHEIZBAR)
DREHSCHIEBERVENTIL
VENTILSCHEIBE

O-Ring - Reparatursatz
T-Stueck f. P200
MIKROSCHALTER
DRUCKSCHALTER
TINTENPAPIER 230 MM BREIT
KABELDURCHFUEHRUNG FUER FID
WL-DETEKTOR
DRUCKSCHRAUBE
FI-DETEKTOR

FI-DETEKTOR

DICHTUNG

DICHTUNG

PILLE,VOLLST.

DICHTUNG
ELEKTRODENHALTER
FANGELEKTRODE
DICHTUNG,PTFE

DUESE (P200)

PGC; Page 9 of 32

Rev: (See above); Printed: 5/14/2007

mMmMmMMMMMMMMMMMMMMMMMMMMMMMMMMMMMMMMMMMMMMmMMmMmmMmMm



Siemens Applied Automation
Gas Chromatograph
Master Spare Parts List

Form Revision: 3 July 2006

Part Number (US) Part Number (EU) Other Information Weight kg. SN & Kit Ann'l Min. Loc
Warr'y Qty Rate Qty
Use EU p/n C74211A177C29 UEBERWURFMUTTER E
Use EU p/n C74231A113C4 DICHTUNG E
Use EU p/n C74302A32B235 MICROBLENDE E
Use EU p/n C74302A32B612 DROSSELBLENDE, KLASSE 2 E
Use EU p/n C74302A32B613 DROSSELBLENDE, KLASSE 3 E
Use EU p/n C74302A36A3 Temp.-Regler E
Use EU p/n C74304A16B280 LIVE-T-STUECK E
Use EU p/n C74304A16B296 ROHR 3,2 X 0,5 (1/8 ZOLL) AUS SPEZIALGLU E
Use EU p/n C74304A16B320 LIVE-T-STUECK MIT KOPPELKAPILLARE FUER E
Use EU p/n C74304A16B53 VERBINDUNGSROHR, LAENGE 150 MM E
Use EU p/n C74304A16B58 VERBINDUNGSROHR, LAENGE 700 MM E
Use EU p/n C74304A16B6 DROSSEL E
Use EU p/n C74304A16B60 ROHR VOLLST. L= 100 MM E
Use EU p/n C74304A16B60 ROHR VOLLST. L= 100 MM E
Use EU p/n C74304A16B7 DROSSEL E
Use EU p/n C74304A16B7 DROSSEL E
Use EU p/n C74304A16C1 GEWINDEBUCHSE E
Use EU p/n C74304A16C13 DICHTUNG E
Use EU p/n C74304A16C13 DICHTUNG E
Use EU p/n C74304A16C161 Anschluss E
Use EU p/n C74304A16C187 DICHTUNG E
Use EU p/n C74304A16C229 UEBERWURFMUTTER E
Use EU p/n C74304A16C231 DICHTSCHEIBE E
Use EU p/n C74304A16C232 DICHTSCHEIBE E
Use EU p/n C74304A16C233 DICHTSCHEIBE E
Use EU p/n C74304A16C234 DICHTSCHEIBE E
Use EU p/n C74304A16C248 DRUCKRING E
Use EU p/n C74304A16C295 DRUCKRING 10/ 12 mm E
Use EU p/n C74304A16C296 AUSSENRING E
Use EU p/n C74304A16C297 GRAPHIT-DICHTUNG E
Use EU p/n C74304A16C412 DRUCKSTUECK E
Use EU p/n C74304A16C456 QUARZKAPILLARE 0,20 x 0,32 mm E
Use EU p/n C74304A16C473 ROHR E
Use EU p/n C74304A16C479 RING E
Use EU p/n C74304A16C5 SAEULENVERBINDUNGSTEIL E
Use EU p/n C74304A16C6 ROHRANSCHLUSSTEIL E
Use EU p/n C74304A16C622 GASVERTEILER, 4 ANSCHLUESSE E
Use EU p/n C74304A16C623 T-STUECK E
Use EU p/n C74304A16C901 BUCHSE E
Use EU p/n C74304A16C905 QUARZKAPILLARE 0,32 x 0,4 mm E
Use EU p/n C74304A16C939 VORPRESS- UND ABSCHNEIDE- VORRICHTUNG FU E
Use EU p/n C74304A16C940 VORPRESS- UND ABSCHNEIDE- VORRICHTUNG FU E
Use EU p/n C74304A16C96 BUCHSEN (2 STUECK) FUER C74302-Z2806-D1 E
Use EU p/n C74304A16C98 BUCHSE E
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C74304A16D6
C74304Z714A4
C74304Z714A5
C74304Z714A6
C74334A83A1
C74361Z870A1
C74402A2244C10
C74402A2246B2
C74402Z156R14
C74402Z156R15
C74402Z955A5
C74450A294A8
C74450A294A9
C74451A1172B127
C74451A1172B133
C74451A1172B18
C74451A1172B43
C74451A1172C209
C74451A1172C213
C74451A1172C267
C74451A1174C67
C74451A1504C265
C74451A1504C319
C74451A344C251
C74451A344C300
C74451A344C300
C74451A344C528
C74451F380M2
C75304Z714C3
C7540271030C1
C7540271C2
C79000E5363C503
C79000E5363C504
C79000G5300C505
C79000G5300C506
C79000G5300C507
C79000G5300C508
C79000G5300C523
C79000G5356C523
C79000G5376C505
C79000G5376C506
C79000G5376C507
C79000G5376C523
C79000G5376C533

DICHTSCHEIBE

MUTTER 1/8"

SCHNEIDRING

DRUCKRING

PRUEF-ADAPTER
UEBERTEMPERATURSCHALTER

MEMBRAN FUER 2-WEGE-MEMBRANVENTIL
EINSCHRAUBEINHEIT

MAGNETVENTIL

MAGNETVENTIL

VERDAMPFER LANG F.P200

DRUCKFEINREGLER

DRUCKFEINREGLER

LUEFTERFLUEGEL

Heissluftgeblaese

HEIZKOERPER

WIDERSTANDSTHERMOMETER

Traeger

Scheibe

Scheibe

UEBERWURFMUTTER

Kapillarverbinder

PNEUM.UMSCHALTVENT UV105
UEBERWURFMUTTER

SCHEIBE (DICHTUNG)

SCHEIBE (DICHTUNG)

Halter

WAERMELEITFAEHIGKEITSDETEKTOR, INDIREKT
NUPRO-FILTER

MEMBRANPUMPE

MASSENFLUSSREGLER

ERSATZTEILLISTE FUER PGC 102
ERSATZTEILLISTE FUER PGC 302

HANDB. PGC302 DT.

GERAETEHANDBUCH, DEUTSCH PROZESS-GASCHRO
HANDBUCH FUER P30/30, DEUTSCH
GERAETEHANDBUCH, DEUTSCH ROUTINE-GASCHRO
HANDB. PGC302 EDITION II, DT.

HANDBUCH PGC 302, RUSSISCH

HANDBUCH FUER PGC 302, ENGLISCH
GERAETEHANDBUCH, ENGLISCH PROZESS-GASCHR
HANDBUCH FUER P30/30, ENGLISCH

HANDBUCH FUER PGC 32, ENGLISCH
GERAETEHANDBUCH,ENGLISCH ROUTINE-GASCHRO
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Siemens Applied Automation
Gas Chromatograph
Master Spare Parts List

Form Revision: 3 July 2006

Part Number (US) Part Number (EU) Other Information Weight kg. SN & Kit Ann'l Min. Loc
Warr'y Qty Rate Qty
Use EU p/n C79000G5377C505 HANDBUCHFUER PGC 302, FRANZOESISCH E
Use EU p/n C79000G5377C506 GERAETEHANDBUCH, FRANZOESISCH PROZESS-GA E
Use EU p/n C79000G5377C507 HANDBUCH FUER P30/30, FRANZOESISCH E
Use EU p/n C7900G5376C533 GERAETEHANDBUCH,ENGLISCH ROUTINE-GASCHRO E
Use EU p/n C79106Z1280A1 KETTENGLIED E
Use EU p/n C79106Z98A3 ZAHNRIEMEN FUER SCHRITTMOTOR E
Use EU p/n C791217100A19 O-RING E
Use EU p/n C791217100A20 O-RING E
Use EU p/n C791217100A33 O-RING E
Use EU p/n C7912171010A1 DICHTUNG E
Use EU p/n C7912171081G20 SPIRALFEDER E
Use EU p/n C7912171081G24 DRUCKFEDER E
Use EU p/n C7912171253A1 KL-SICHERUNG E
Use EU p/n C7916571418A1 VERSCHLUSSKAPPE E
Use EU p/n C791657932R1 Dewar-Gefaess E
Use EU p/n C7919671442A7 KABELVERSCHRAUBUNG, PG11 E
Use EU p/n C7919671442A9 KABELVERSCHRAUBUNG, PG16 E
Use EU p/n C79211A3001B3 Beheizte Verbindungsleitung E
Use EU p/n C79211A3002A2 INJEKTOR E
Use EU p/n C79211A3002B10 GEHAEUSE E
Use EU p/n C79211A3002B15 FUEHRUNG, VOLLST. E
Use EU p/n C79211A3002B19 ANSCHLUSS-STK. KAPILIARS.-INJEKTOR E
Use EU p/n C79211A3002B20 ANSCHLUSS-STK. 1/8" SAEULE-INJEKT. E
Use EU p/n C79211A3002B21 ANSCHLUSS-STK. 1/4"-SAEULE-INJEKTOR E
Use EU p/n C79211A3002B22 ANSCHLUSS-STK. 2mm SAEULE-INJEKTOR/BTX E
Use EU p/n C79211A3002B25 INJEKTOR-TRENNSAEULEN- ANSCHLUSSTEIL,SWA E
Use EU p/n C79211A3002B29 KOPF E
Use EU p/n C79211A3002B3 ANSCHLUSS-ST., INJEKTOR D=1/4" E
Use EU p/n C79211A3002B30 HANDRAD E
Use EU p/n C79211A3002B31 EINSATZ E
Use EU p/n C79211A3002C23 VERDAMPFERROHR E
Use EU p/n C79211A3002C33 VERDAMPFERROHR E
Use EU p/n C79211A3002C45 VERDAMPFERROHR E
Use EU p/n C79211A3003A101 FID-DETEKTOR MIT HEIZUNG 230V/100W E
Use EU p/n C79211A3003A105 FID-DETEKTOR MIT HEIZUNG 115V/100W E
Use EU p/n C79211A3003A2 FID-MODUL OHNE HEIZUNG E
Use EU p/n C79211A3003A3 FID-MODUL FUER PROZESSCHROMATOGRAPH P30 E
Use EU p/n C79211A3003A4 FID-MODUL MIT HEIZUNG E
Use EU p/n C79211A3003B1 UNTERTEIL KPL.GELOETET E
Use EU p/n C79211A3003B156 ZUENDMODUL NEU E
Use EU p/n C79211A3003B21 HEIZPLATTE,KPL. E
Use EU p/n C79211A3003B25 ZUENDMODUL E
Use EU p/n C79211A3003B46 DUESE, FID KPL. E
Use EU p/n C79211A3003B5 ANSCHLUSS-ST., DEDEKTOR D=1/4" E
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C79211A3003B53
C79211A3003B54
C79211A3003B62
C79211A3003B63
C79211A3003B66
C79211A3003B68
C79211A3004A1
C79211A3004B1
C79211A3004B5
C79211A3004B501
C79211A3004C16
C79211A3004C2
C79211A3004D2
C79211A3004D3
C79211A3004Y1
C79211A3005A1
C79211A3005A109
C79211A3005A110
C79211A3005A111
C79211A3005A112
C79211A3005A113
C79211A3005A114
C79211A3005A2
C79211A3005A3
C79211A3005A4
C79211A3005A7
C79211A3005A8
C79211A3005B12
C79211A3005B22
C79211A3005B40
C79211A3005B44
C79211A3005B45
C79211A3005B5
C79211A3006A101
C79211A3006A109
C79211A3006A5
C79211A3006B124
C79211A3006B13
C79211A3006B19
C79211A3006C4
C79211A3006C45
C79211A3009B25
C79211A3009B31
C79211A3009C30

MESSKABEL

ZUENDELEKTRODE

ANSCHLUSS-STK. KAPILLARS.-DETEKTOR
ANSCHLUSS-STK. 1/8"-SAEULE-DETEKTOR
ANSCHLUSS-STK. DRM.4mm SAEULE-DETEKTOR
DETEKTOR-TRENNSAEULEN- ANSCHLUSSTEIL,SWA
NSD

DUESE

FANGELEKTRODE

FANGELEKTRODE (GOLD-AUSFUEHRUNG)
KLEMMSTIFT

HEIZWENDEL

MESSELEKTRODE

HEIZELEKTRODE

ISOLIERROHR

WLD 11 .|

WL-DETEKTOR, 70 MYL , 115/230V
WL-DETEKTOR, 0,35ml , 115/230V
EX-WLD-DETEKTOR, 70MYL , 115/230V
EX-WLD-DETEKTOR, 0,35ml , 115/230V
WL-DETEKTOR, 70 MYL , 115/230V
WL-DETEKTOR 0,35 ML, 115/230V
WLD-MODUL 0,350 ml N.M

WLD-MODUL FUER P300

WLD FUER SICHROMAT

WLD 70 .|

WLD 350 .|

DICHTUNG,KPL.

WLD - VORMONT.

WLD - KOERPER

HEIZPATRONE, 115V

TEMP.REGLER

GEHAEUSE,VORM.

FP-DETEKTOR (SCHWEFEL)MIT HEIZUNG 230V
FP-DETEKTOR (SCHWEFEL)MIT HEIZUNG 115V
FPD-MODUL FUER PROZESSCHROMATOGRAPH P10
ZUENDKABEL , VOLLST.

ABGASROHR

KUEHLKOERPER F. FPD

DUESE

DICHTUNG

FLACHDICHTUNGEN,KUPFER (5 STCK)
ECD-DUESE , vollst.

DUESE
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C79211A3011B16
C79211A3011B21
C79211A3014B14
C79211A3014B24
C79211A3014D1
C79211A3014D10
C79211A3014D11
C79211A3014D12
C79211A3014D16
C79211A3014D4
C79211A3014D6
C79211A3014D7
C79211A3014D8
C79211A3014D9
C79211A3017A1
C79211A3017B4
C79211A3017B9
C79211A3017C16
C79211A3017D1
C79211A3018A1
C79211A3018B10
C79211A3018B16
C79211A3018B6
C79211A3018B7
C79211A3018B9
C79211A3018C19
C79211A3018C7
C79211A3022A2
C79211A3022B11
C79211A3023A1
C79211A3023B2
C79211A3023B3
C79211A3023B4
C79211A3023C19
C79211A3024A3
C79211A3024B14
C79211A3024B4
C79211A3026B1
C79211A3026B13
C79211A3026B5
C79211A3026B6
C79211A3026B7
C79211A3026B8
C79211A3028B3

TRANSFERLEITUNG

KAPILLARE,PKL.
VENTILSTEUERUNGS-BAUGRUPPE
TRANSFERLEITUNG FUER HS6
BOERDELRAND-PROBENFLASCHEN (100 STUECK),
SEPTEN, 100 STUECK, AUS SILIKON F.SCHRAU
SEPTEN, 100 STUECK, AUS SILIKON DURCHMES
SEPTEN, 100 STUECK, AUS SILIKON DURCHMES
SICHERHEITSSCHEIBEN

INJEKTORNADELN (2 STUECK)
SCHRAUBGEWINDE-PROBENFLASCHEN, 100 STUEC
SCHRAUBVERSCHLUESSE AUS ALUMINIUM, MIT S
BOERDELRANDKAPPEN-SET

SEPTEN, 100 STUECK, AUS SILIKON F.SCHRAU
PTV-INJEKTOR

VERDAMPFER

ON COLUMN-EINSATZ

QUARZROHR

ERSATZ-LOCHSEPTEN

ANREICH.M.230V H11

ANSCHLUSSTEIL, KPL

KABEL ANREICHERUNG

KOPPELROHR, KPL.

SPEICHERROHR

HEIZUNG, KPL.

GEWINDERING

SPEICHERROHR

GASDOSIERVENTIL, 300.C

GDV ( DREHSCHIEBERVENTIL BIS 300. )

FID-EX.

DROSSEL, KPL.

DROSSEL, KPL.

DROSSEL,KPL.

DUESE , FID

HYDRIERREAKTOR,SI

HEIZPATRONEN (2 STUECK)

REAKTIONSROHR, KPL

UNTERTEIL,,KPL.

Duese, kpl.

DROSSEL, H2

DROSSEL, LUFT

GASDURCHFUEHRUNG

SOCKEL

BUCHSE, kpl.
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Siemens Applied Automation
Gas Chromatograph
Master Spare Parts List

Form Revision: 3 July 2006

Part Number (US) Part Number (EU) Other Information Weight kg. SN & Kit Ann'l Min. Loc
Warr'y Qty Rate Qty
Use EU p/n C79211A3028C13 DICHTRING E
Use EU p/n C79211A3030A210 3-Wege-Kugelhahn E
Use EU p/n C79211A3030B10 SPEICHERSAEULE_BTX E
Use EU p/n C79211A3030B9 FOKUSSIERSAEULE E
Use EU p/n C79211A3030C5 SPEICHERROHR BTX E
Use EU p/n C79211A3050A1 KERAMIKVENTIL E
Use EU p/n C79211A3050D1 TEILESATZ KERAMIKVENTIL E
Use EU p/n C7922171507C1 Rad.-Kugellager E
Use EU p/n C79280A3001B8 LED GN MIT HUELSE E
Use EU p/n C79280A3002A1 NETZTEIL P15/15 E
Use EU p/n C79285F1252F2 OPTISCHES FILTER, PHOSPHORSPEZIFISCH, E
Use EU p/n C79304A3000B19 EINSCHRAUBVERSCHR. SS-3MO-1-2RS E
Use EU p/n C79304A3000B2 ANSCHLUSS E
Use EU p/n C79304A3000B9 ANSCHLUSS-SCHRAUBE E
Use EU p/n C79304A3000C14 DROSSELKAPILLARE INNENDURCHMESSER 0,1 MM E
Use EU p/n C79304A3000C2 SEPTUM, HOCHT. E
Use EU p/n C79304A3000C25 ANSCHLUSS-INJEKTOR E
Use EU p/n C79304A3000C28 DICHTSCHEIBE E
Use EU p/n C79304A3000C29 DICHTSCHEIBE E
Use EU p/n C79304A3000C30 DICHTSCHEIBE E
Use EU p/n C79304A3000C31 DICHTSCHEIBE E
Use EU p/n C79304A3000C32 DICHTSCHEIBE E
Use EU p/n C79304A3000C39 DICHTSCHEIBE E
Use EU p/n C79304A3000C47 VESPELDICHTUNG 4,0/9H9 E
Use EU p/n C79304A3000C5 Silicon PTFE Scheibe (Septum) E
Use EU p/n C79304A3000C56 BUCHSE E
Use EU p/n C79304A3000C58 DICHTSCHEIBE E
Use EU p/n C79304A3000C6 SCHEIBE E
Use EU p/n C79304A3000C63 DIFFUSIONSPLATTE E
Use EU p/n C79304A3000C66 SCHEIBE E
Use EU p/n C79304A3000D1 DROSSELKAPILLARE INNENDURCHMESSER 0,1 MM E
Use EU p/n C79304A3000D10 Ex-FID-Duese+Dichtung E
Use EU p/n C79304A3000D2 DROSSELKAPILLARE INNENDURCHMESSER 0,2 MM E
Use EU p/n C79304Z38A3 VERSCHLUSSSCHRAUBE E
Use EU p/n C79304Z714A39 Einschraubverschraubung B-200-1-2RP E
Use EU p/n C79304Z714A6 EINSCHRAUBVERSCHRAUBUNG B-6MO-1-4RP E
Use EU p/n C79402F779S5 MANOMETER 16BAR / NG40 E
Use EU p/n C7940271010A2 MAGNETVENTIL, O-1bar/ 24V E
Use EU p/n C7940271010A22 MAGNETVENTIL 0-10bar/EEX/24V E
Use EU p/n C7940271428A3 DRUCKSCHRAUBE E
Use EU p/n C7940271428A4 KEGELDICHTUNG, EDELSTAHL, AUSSENDURCHM. E
Use EU p/n C7940271428A5 ROTOR, 200 GRAD C E
Use EU p/n C7940271428A6 ROTOR, 300 GRAD C E
Use EU p/n C7940271428A9 KUPPLUNGSSTUECK SLC E
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C79402Z1441A4
C7940271441A6
C794027156R2
C79402Z556A1
C794027762C1
C79407Z1A1
C794441.3000B1
C794441.3000D3
C79450A3006C66
C79450A3012B11
C79450A3012B15
C79450A3014A2
C79450A3014C1
C79450A3014C4
C79450A3014C8
C79451A3007B192
C79451A3007B20
C79451A3007B42
C79451A3030D1
C79451A3040B102
C79451A3040B103
C79451A3040B105
C79451A3040B197
C79451A3040B210
C79451A3040B211
C79451A3040B214
C79451A3040B54
C79451A3040B66
C79451A3040B67
C79451A3040B68
C79451A3040B75
C79451A3040B84
C79451A3040B86
C79451A3040B91
C79451A3040C353
C79451A3040C353
C79451A3040C53
C79451A3040D107
C79451A3040D117
C79451A3040D31
C79451A3040D46
C79451A3101B116
C79451A3101B117
C79451A3101B119

ANSCHLUSSPLATTE

MAGNETVENTIL 4/2-WEGE

Flaschplatte

Zylinder

SCHIEBERVENTIL
TORX-WINKELDREHER M3
SPEICHERERW.
SPEICHERBAUGRUPPE

VITON-O-RING 7x2,5

KOPPELKAP.0,17

KOPPELKAP.0,43

MEMBRANVENTIL FUER GASDOSIERMODUL
STEUERKOPF ROHT.
VENTILKOREPER,ROHT

Membran fuer Membranventil aus Kalrez
TTY-KABEL (P101/P300)

FRONTPLATTE FUER P101, KPL.
BUSPLATINE

SATZ LOSER TEILE
RELAISBAUGRUPPE FUER STEUERUNG
DRUCKGEBERVERSORGUNG
STELLGLIED LGC JQ
T-VERSCHRAUBUNG

MAGNETVENTIL, kpl.

MAGNETVENTIL KPL.

HEIZSPIRALE

DRUCKREGLER, MIT ZAEHLWERK
HEISSLUFTGEBLAESE
GETRIEBEMOTOR
TEMPERATURFUEHLER PT100
ZIFFERNANZEIGE

NETZKABEL

KABEL FUER STEUERUNGSAUSGAENGE
SCHUTZLEITUNG

DICHTSCHEIBE

DICHTSCHEIBE

HEIZSPIRALE

TEILESATZ 10x DICHTUNGEN GRAPHIT 5 MM
TEILESATZ 10x DRUCKRINGE 5 MM
VORPRESS-ZUBEHOER

DROSSELKAPILLARE INNENDURCHMESSER 0,15 M

KABEL
KABEL
KABEL
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Siemens Applied Automation
Gas Chromatograph
Master Spare Parts List

Form Revision: 3 July 2006

Part Number (US) Part Number (EU) Other Information Weight kg. SN & Kit Ann'l Min. Loc
Warr'y Qty Rate Qty
Use EU p/n C79451A3101B16 STELLGLIED (P300) E
Use EU p/n C79451A3101B176 MAGNETVENTIL E
Use EU p/n C79451A3101B25 KABEL MIT FRONTSTECKER E
Use EU p/n C79451A3101B28 FRONTSTECKER, 48POLIG FUER EXTERNE ANSCH E
Use EU p/n C79451A3101B37 KABEL MIT FRONTSTECKER (P300) E
Use EU p/n C79451A3101B48 V4A-DURCHFUEHRUNG, KURZ,BEHEIZT E
Use EU p/n C79451A3101B50 V4A-DURCHFUEHRUNG, LANG,BEHEIZT E
Use EU p/n C79451A3101B54 V4A-Durchfuehrung, kurz, beheizt E
Use EU p/n C79451A3101B57 V4A-DURCHFUEHRUNG, KURZ E
Use EU p/n C79451A3101B58 DURCHF.UNBEHEIZT E
Use EU p/n C79451A3101B7 HAUBE VOLLSTAENDIG E
Use EU p/n C79451A3101B9 V4A-DURCHFUEHRUNG, KURZ E
Use EU p/n C79451A3101B96 NETZTEIL 24V E
Use EU p/n C79451A3101D21 DRUCKREGLER MIT DRUCKANZEIGER 0 BIS 2,5 E
Use EU p/n C79451A3101D35 Magnetventil SLT (-D35) E
Use EU p/n C79451A3101D36 Magnetventil SLT (-D36) E
Use EU p/n C79451A3101D40 Zubehor P300 E
Use EU p/n C79451A3101D57 Magnetventil SLT (-D57) E
Use EU p/n C79451A3101D58 Magnetventil SLT (-D58) E
Use EU p/n C79451A3101D60 Magnetventil SLT (-D60) E
Use EU p/n C79451A3114B11 STOESSELEINHEIT FUER P101/P300 0,6 UL E
Use EU p/n C79451A3114B12 STOESSELEINHEIT FUER P101/P300 1,2 UL E
Use EU p/n C79451A3114B13 STOESSELEINHEIT FUER P101/P300 1,5 UL E
Use EU p/n C79451A3114B14 STOESSELEINHEIT FUER P101/P300, 2,4 UL E
Use EU p/n C79451A3114B15 STOESSELEINHEIT FUER P101/P300, 5.3 UL E
Use EU p/n C79451A3114B16 STOESSELEINHEIT FUER P101/P300, 9,5 UL E
Use EU p/n C79451A3114B20 FLUESSIGDOSIERVENTIL, FUER P300 E
Use EU p/n C79451A3114B21 FLUESSIGDOSIERVENTILR, FUER P300 E
Use EU p/n C79451A3114B23 FLUESSIGDOSIERVENTIL MIT HEIZKOERPER, FU E
Use EU p/n C79451A3114B233 FDV 0,6MYL, 1/8" MAXII E
Use EU p/n C79451A3114B24 FLUESSIGDOSIERVENTIL MIT HEIZKOERPER, FU E
Use EU p/n C79451A3114B25 FLUESSIGDOSIERVENTIL MIT HEIZKOERPER, FU E
Use EU p/n C79451A3114B27 FLUESSIGDOSIERVENTIL MIT HEIZKOERPER, FU E
Use EU p/n C79451A3114B29 FLUESSIGDOSIERVENTIL E
Use EU p/n C79451A3114B30 FLUESSIGDOSIERVENTIL MIT HEIZKOERPER, FU E
Use EU p/n C79451A3114B31 FLUESSIGDOSIERVENTIL MIT HEIZKOERPER, FU E
Use EU p/n C79451A3114B32 FLUESSIGDOSIERVENTIL MIT HEIZKOERPER, FU E
Use EU p/n C79451A3114B35 FDV 0,6MYL./1,5MM E
Use EU p/n C79451A3114B36 FDV 2,4MYL./1,5MM E
Use EU p/n C79451A3114B80 STEUERZYLINDER VA. KEGEL E
Use EU p/n C79451A3114B9 EINLASSTEIL 1,5mm E
Use EU p/n C79451A3114C34 DICHTUNG E
Use EU p/n C79451A3114C35 DICHTUNG, 15 % GLAS E
Use EU p/n C79451A3114C39 HUELSE E
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C79451A3127A2
C79451A3154B14
C79451A3154B28
C79451A3154B45
C79451A3154D19
C79451A3154D20
C79451A3154D21
C79451A3154Y95
C79451A3172B1
C79451A3173B10
C79451A3173B14
C79451A3173B15
C79451A3173B21
C79451A3173B25
C79451A3173B26
C79451A3173B27
C79451A3173B28
C79451A3173B29
C79451A3173B30
C79451A3173B31
C79451A3173B9
C79451A3173C15
C79451A3173C27
C79451A3173C28
C79451A3323B101
C79451A3323B102
C79451A3323B103
C79451A3323B12
C79451A3323B17
C79451A3323B18
C79451A3323B215
C79451A3323B232
C79451A3323B51
C79451A3323B60
C79451A3323B61
C79451A3323B62
C79451A3323C17
C79451A3323C7
C79451A3323C8
C79451A3323D26
C79451A3324B200
C79451A3324B66
C79451A3324B67
C79451A3324B72

GASDOSIERMODUL MB F.SICHROMAT 115V
PROBENSPRITZE

LICHTSCHRANKE

SPUELFLUESSIGKEITSTANK
PROBENFLASCHEN AUS GLAS (1SA=100 STUECK)
Boerdelrandkappen N13/1SZ=100ST
MIKROPROBENEINSAETZE AUS GLAS 1
SCHAUGLAS

3-WEGE-VENTIL

VERDAMPFERGLAS

DOSIERSTOESSEL, 0,5 UL

DOSIERSTOESSEL, 1,0 UL

INJEKTOREINSATZ FUER INJEKTOR C79211-A30
KOPF SAMPLER (FUER INJEKTOR
DOSIERSTOESSEL, 2,0 UL

DOSIERSTOESSEL, 3,0 UL

DOSIERSTOESSEL, 4,0 UL

DOSIERSTOESSEL, 5,0 UL

LOCHSTOESSEL F. DOSIERVENTIL
KERBNUT-DOSIERSTOESSEL, 0,15 UL
PROBENDURCHGANGSTEIL

Kolben

PTFE-SCHLAUCH, INNENDURCHMESSER 2 MM
PTFE-SCHLAUCH, INNENDURCHMESSER 0,3 MM
Messkabel 2-8

Steuerkabel 2-8

DETEKTORKABEL

HEISSLUFTGEBLAESE

SCHRITTMOTOR

TEMPERATURFUEHLER FUER JE 1 OFENKAMMER
WAERMETAUSCHER

GETRIEBEMOTOR

NV-REGLER

NETZPLATINE 1

NETZPLATINE 2

KLAPPENELEKTRONIK

Steg

Achse

Traeger

GASREINIGUNGSFILTER AUS EDELSTAHL, GEFUE
Baugruppentraeger SICHROMAT o. Buspl.
KABEL,2-KANAL A+B

KABEL,4-KANAL A-D

INTEGRATORKABEL SP
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Siemens Applied Automation
Gas Chromatograph
Master Spare Parts List

Form Revision: 3 July 2006

Part Number (US) Part Number (EU) Other Information Weight kg. SN & Kit Ann'l Min. Loc
Warr'y Qty Rate Qty
Use EU p/n C79451A3358B117 BATTERIEGEHAEUSE E
Use EU p/n C79451A3358B161 KLEMMENPLATTE JQ E
Use EU p/n C79451A3358B162 KLEMMENPLATTE JQ E
Use EU p/n C79451A3358B164 SCHNITTST.-PLAT JQ E
Use EU p/n C79451A3358B242 MV-LEITUNG E
Use EU p/n C79451A3358B30 HEIZPLATTE (OBEN) E
Use EU p/n C79451A3358B31 HEIZPLATTE (UNTEN) E
Use EU p/n C79451A3358B91 FID, EXPLOSIONSGESCHUETZT BIS FABNR. D13 E
Use EU p/n C79451A3358B93 HEIZPATRONE KPL. E
Use EU p/n C79451A3358B95 HEIZPATRONE E
Use EU p/n C79451A3358C117 DICHTUNG E
Use EU p/n C79451A3358C74 ISOLATION, hinten E
Use EU p/n C79451A3358C97 BUCHSE E
Use EU p/n C79451A3358D16 ELEKTRONIK-ERWEITG. E07 E
Use EU p/n C79451A3364A25 Probenschaukel gross E
Use EU p/n C79451A3364A30 KOMPENSOGRAPH X-T C1031 E
Use EU p/n C79451A3364A31 MESSANSCHLUSSLEITUNGEN E
Use EU p/n C79451A3364A32 DR 215-N (DIN A4), 9 NADELN E
Use EU p/n C79451A3364A33 CENTRONICS, PARALLEL SCHNITTSTELLE E
Use EU p/n C79451A3364A34 STECKLEITUNG E
Use EU p/n C79451A3364A35 V.24-TTY, KOMBI-SCHNITTSTELLE E
Use EU p/n C79451A3364A36 KOMPENSOGRAPH X-T C1013 E
Use EU p/n C79451A3364A37 Aufwickelrolle E
Use EU p/n C79451A3364A40 P101/P300-Interface-ChromLan PIC101 E
Use EU p/n C79451A3364A45 Probenschaukel gross im Ex-Gehaeuse E
Use EU p/n C79451A3364A46 Reparatur Kombi-Reaktor im Austausch E
Use EU p/n C79451A3364B125 FDV-TIEFDOS. M. GLASVERDAMP.,US-VERSION E
Use EU p/n C79451A3364B127 FDV-TIEFDOSIERUNG, US-VERSION E
Use EU p/n C79451A3364B128 FDV-TIEFDOSIERUNG MONEL, US-VERSION E
Use EU p/n C79451A3364B129 FDV-TIEFDOSIERUNG HASTELLOY, US-VERSION E
Use EU p/n C79451A3364B227 FDV-TIEFENDOS., kpl. Maxil E
Use EU p/n C79451A3364B228 FDV-TIEFDOSIERUNG MONEL, US-VERSION E
Use EU p/n C79451A3364B229 FDV-TIEFDOSIERUNG HASTELLOY, US-VERSION E
Use EU p/n C79451A3364B25 FDV-TIEFDOS. MIT GLASVERDAMPFER kpl. E
Use EU p/n C79451A3364B26 ANPASSUNG P200 E
Use EU p/n C79451A3364B27 FDV-TIEFENDOSIERUNG, kpl. E
Use EU p/n C79451A3364B53 PROBENDURCHGANGSTEIL (Henkel-Standard) E
Use EU p/n C79451A3364B84 FDV-TIEFENDOSIERUNG MONEL, kpl. E
Use EU p/n C79451A3364B86 Filter FPD (Booster-Filter) E
Use EU p/n C79451A3364B90 Halter Probenschaukel E
Use EU p/n C79451A3364B98 VERBIND-KABEL MOD. (5m) E
Use EU p/n C79451A3364C108 Frei E
Use EU p/n C79451A3364C126 Kolben fuer Tiefdosierung gross E
Use EU p/n C79451A3364C136 DICHTUNG PTFE, ID: 2 mm (Chlorgasventil) E
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Gas Chromatograph
Master Spare Parts List
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Part Number (US) Part Number (EU) Other Information Weight kg. SN & Kit Ann'l Min. Loc
Warr'y Qty Rate Qty
Use EU p/n C79451A3364C169 WLD-Vorverstarkerkarte fir Optichrom-Adv E
Use EU p/n C79451A3364C200 Montagewinkel Kugelhahn Serie 41/42 E
Use EU p/n C79451A3364C22 Einlegeplattchen mit Spitze E
Use EU p/n C79451A3364C270 Montagewinkel Filter 130 liegend Verschr E
Use EU p/n C79451A3364C362 ZWISCHENPLATTE (ANPASSUNG WLD-A8 - P101) E
Use EU p/n C79451A3364C42 O-RING 44,17 x 1,78 FPM griin E
Use EU p/n C79451A3364C427 Verbindungsteil VN606 E
Use EU p/n C79451A3364C428 Verbindungsteil VN607 E
Use EU p/n C79451A3364C429 Verbindungsteil VN604 E
Use EU p/n C79451A3364C43 O-RING (VITON) E
Use EU p/n C79451A3364C431 Platine TOP 401-1810 ( RGC202) E
Use EU p/n C79451A3364C64 SAPHIRSTOESSEL 2,4 E
Use EU p/n C79451A3364C79 O-RING (VITON) E
Use EU p/n C79451A3364C80 Halter fuer Reagenzglas E
Use EU p/n C79451A3364C81 Ueberwurfmutter f. Halterung Reagenzglas E
Use EU p/n C79451A3364C96 Rohr 3,0 x 0,2 E
Use EU p/n C79451A3364D10 FLBG P30/30-P300 E
Use EU p/n C79451A3364D11 BS-DRUCKUEBERWACHUNG FUER ED.II E
Use EU p/n C79451A3364D15 RS 232- RS 485 E
Use EU p/n C79451A3364D16 RS232-TTY E
Use EU p/n C79451A3364D17 TRENNSCHALTVERSTAERKER WE/77EX-1, MONOST E
Use EU p/n C79451A3364D18 TRENNSCHALTVERSTAERKER WE/77EX-1, BISTAB E
Use EU p/n C79451A3364D19 TRENNSCHALTVERSTAERKER WE/77EX-2, 2-KANA E
Use EU p/n C79451A3364D20 TRENNSCHALTVERSTAERKER MIT ZEITVERZ GERU E
Use EU p/n C79451A3364D21 TRENNWANDLER 0-20MA , 500 OHM 24VUC , 7N E
Use EU p/n C79451A3364D22 TRENNWANDLER 0-20MA , 7000HM 24VDC , KNI E
Use EU p/n C79451A3364D23 KLEMMENRELAIS 1 WECHSLER E
Use EU p/n C79451A3364D24 ZUBEHOER ZU EINEM 4-FACH STEUERMAGNETVEN E
Use EU p/n C79451A3364D25 EX-DRUCKSCHALTER FEMA EINGEBAUT E
Use EU p/n C79451A3364D26 KONTAKTMANOMETER WIKA MIT WE77 , EINGEBA E
Use EU p/n C79451A3364D27 SICHERHEITSABSCHALTUNG DER PROBE BEI TG( E
Use EU p/n C79451A3364D28 SICHERHEITSABSCHALTUNG DER PROBE BEI TG E
Use EU p/n C79451A3364D29 BEIPACK ZUBEHOER 30 SICHERUNGEN UND E
Use EU p/n C79451A3364D38 TRENNSCHALTVERSTAERKER KFD2-SR-Ex2.W E
Use EU p/n C79451A3364D39 TRENNWANDLER KFD2-CD-Ex1.32 E
Use EU p/n C79451A3364D40 GRUNDBEST.(VERSION I[)BASF-STANDART-AN. E
Use EU p/n C79451A3364D41 TRENNSCHALTVERSTAERKER KFA6-SR2-Ex1.W E
Use EU p/n C79451A3364D42 PROFIBUS DP AUSGANG E
Use EU p/n C79451A3364D43 Verdampungseinheit HPD fuer Siemens FDV E
Use EU p/n C79451A3364D44 Repair-Kit fuer Kombi-Reaktor E
Use EU p/n C79451A3364D45 Verdampungseinheit HPD fuer Siemens FDV E
Use EU p/n C79451A3364D46 Rep.-Satz f. C7451A3364-D43,D45,D47,D48 E
Use EU p/n C79451A3364D47 Verdampfungseinheit HPD fuer Siemens FDV E
Use EU p/n C79451A3364D48 Verdampfungseinheit HPD fuer Siemens FDV E
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C79451A3364D50
C79451A3364D51
C79451A3364D52
C79451A3364D54
C79451A3364D55
C79451A3364D59
C79451A3364D60
C79451A3364D61
C79451A3370B103
C79451A3370B106
C79451A3370B107
C79451A3370B69
C79451A3370B816
C79451A3370D21
C79451A3370D27
C79451A3404B174
C79451A3404B190
C79451A3404B191
C79451A3404B221
C79451A3404B811
C79451A3404B812
C79451A3404C64
C79451A3404C66
C79451A3404D113
C79451A3404D116
C79451A3404D142
C79451A3404D163
C79451A3404D166
C79451A3404D171
C79451A3404D201
C79451A3404D202
C79451A3404D203
C79451A3404D204
C79451A3404D242
C79451A3404D247
C79451A3404D248
C79451A3404D311
C79451A3404D318
C79451A3404D346
C79451A3412B12
C79451A3422B21
C79451A3422C15
C79451A3422D101
C79451A3422D156

TTY-Repeater

Verschraubungs-Satz fur Standard FDV
Verschraubungs-Satz fiir FDV, Tiefdosier.
Verschr.-Satz fir USA-FDV, Tiefdosier.
SET VON TORX-WINKELSCHRAUBEN-DREHERN
BS Flash Heater fir MAXUM ED I
ChromLAN Gateway

ELAN Gateway

ANSCHLUSSP.P102 FBG JQ
NETZPLATTE P102 JQ
AXIALLUEFTER 24V 120MM X 120MM
TTY-KABEL

ZUSATZPLATINE TYLAN
ANREICH.M.115V/H12
RUECKWANDVERDR.H11

GESTELL, KPL.

FID , VORMONT.

EX-FID VORMONTIERT
LED-PLATTE MIT WINKEL
BUSPLATINE

BUSPLATINE (ALL IN ONE)
VERSCHLUSSCHRAUBE "EEX"
DICHTUNG

BS-PROBENEING. P13
BS-PROBENEING. P16
BS-PROBENEING. P42
BS-BROBENEING. P63
BS-PROBENEING. P66
BS-PROBENEING. P71
BS-STEUERL.1MV.M01
BS-STEUERL.2MV.M02
BS-STEUERL.3MV.M03
BS-STEUERL.4MV.M04

BS-EX-FID, D02

BS-WLD 0,35ML__DO07

BS-WLD 70MYL___D08
BS-SAEULENSCH. S11
BS-SAEULENSCH. S18
BS-SAEULENSCH. S46
STEUERKABEL

WANNE, KPL.

MANOMETER FUER RGC202, 4bar
BS-PROBENEING._P51
BS-PROBENEING. P06
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C79451A3448B1
C79451A3448B44
C79451A3448C70
C7945171038U5
C7945171038U7
C7945171398U1
C7945171448U1
C7945171448U13
C7945171448U2
C794517542U170
C7945271279A2
C7945271279A3
C7945271279A4
C7945271279A5
C7945271355A2
C79453A3033A952
C79458A3404B811
C79458L1012A1
C79458L1013A1
C79458L201A1
C79458L202A1
C79458L212A3
C79458L212A3
C79458L213A1
C79458L213A5
C79458L218A2
C79458L.220A2
C79458L.2232A1
C79458L.2232A2
C79458L.2428A2
C79458L250A1
C79458L251A1
C79458L251A11
C79458L252A1
C79458L252A5
C79458L253A1
C79458L254A3
C79458L254B1
C79458L255A2
C79458L255A3
C79458L255A5
C79458L256A1
C79458L257A1
C79458L257A5

STELLGLIEDPLATTE, kompakt
GEHAEUSE KPL

ISOLATION

NETZTEIL, DC 24 V

NETZTEIL FUER ZUSATZELEKTONIK
MONITOR

BEDIENTABLEAU
STEUERGERAET 230V
DRUCKWAECHTER
TASTATUR, KOMPLETT MIT ANSCHLUSSKABEL
BOERDELRANDKAPPE
MIKROPROBENEINSATZ
FEDEREINSATZ VA
INJEKTIONSFLASCHE
INJEKTIONSNADEL
FASERSCHREIBEINSATZ BLAU
BUSPLATINE FUER EDITION I
ANSCHALTUNG-2

10P JQ
PROG.EIN-AUSG 1 FBG
PROGRAM. E/A
BEDIENFELDANSCHTG.
BEDIENFELDANSCHTG.

FBG INTEGRIERENDE ANALOGEINGABE
ANALogeingabe
ZENTRALPROZESSOR
SPG.VERS(+15V,+5V)

M-CPU JQ

PCPU 1
ELEKTRONIKBAUGRUPPE FUER ANSCHALTVERSTAE
FID-VERSTAERKER JQ
REGLER P101

REGLER P101
FID-VERSORGUNG JQ

FBG P101/FID J7

TEMP. REGLER
WLD-VERSTAERKER JQ
WINKEL VOLLST
WLD-VERSORGUNG JQ
EX-WLD-VERSORG. JQ

VERS. WLD
NSD-VERSORGUNG JQ
FPD-VERSORGUNG JQ

P101 FPD VERST. JT
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Master Spare Parts List
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Part Number (US) Part Number (EU) Other Information Weight kg. SN & Kit Ann'l Min. Loc
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Use EU p/n C79458L258A1 ECD-VERSTAERKER JQ E
Use EU p/n C79458L259A1 ECD-VERSORGUNG JQ E
Use EU p/n C79458L489A1 HUBSTEUERUNG E
Use EU p/n C79458L490A1 DISPLAY-ANSCHALTNG E
Use EU p/n C79458L491A1 PP STEUERUNG E
Use EU p/n C79458L498A2 ANSCHALTVERSTAERKER E
Use EU p/n C9451A3364D50 TTY-Repeater E
Use EU p/n F741217100A6 O-RING E
Use EU p/n F74211A113C4 DICHTUNG E
Use EU p/n F74211A113C6 HUELSE E
Use EU p/n F74211A116B52 NETZTEIL E
Use EU p/n F74211A117B38 Zuendelektrode fuer FID P200 E
Use EU p/n F74211A117C27 ISOLATOR FID (P300) E
Use EU p/n F74304A16B137 ROHR VOLLSTAENDIG FUER FID (P200) E
Use EU p/n F74304A16B26 DROSSEL E
Use EU p/n F74304A16B29 DROSSEL E
Use EU p/n F74304A16B298 KAPILLARADAPTER E
Use EU p/n F74304A16B33 DROSSEL E
Use EU p/n F74304A16C2 UEBERWURFMUTTER E
Use EU p/n F74304A16C236 DICHTUNG PTFE, AD: 1,5 mm E
Use EU p/n F74304A16C244 DRUCKRING E
Use EU p/n F74304A16C251 AUSSENRING E
Use EU p/n F74304A16C294 BUCHSE E
Use EU p/n F74304A16C299 BUCHSE G1/8 - 1,5mm E
Use EU p/n F74304A16C447 MUTTER E
Use EU p/n F74304A16C876 STUTZEN E
Use EU p/n F74304A16C897 DICHTUNG E
Use EU p/n F74402E156A2 O-RING E
Use EU p/n F79047E1007A1 HUBMAGNET-ANORDNUNG F. GETRIEBEMOTOR 2-8 E
Use EU p/n F79047E1007A2 BREMSNOCKE E
Use EU p/n F79079U1A15 Leitungs-Einfuehrung EExdIIC E
Use EU p/n F79211A3002D1 SEPTEN, 20 STUECK E
Use EU p/n F79211A3003C3 Spannzange E
Use EU p/n F79211A3003C4 Druckschraube E
Use EU p/n F79211A3003C5 Buchse E
Use EU p/n F79211A3006B17 FPD-KABEL ( VERSORGUNG) E
Use EU p/n F79211A3006B25 FPD-KABEL, MESS. E
Use EU p/n F79211A3017C16 PTV-Verdampferrohr, mit Glaswolle gef. E
Use EU p/n F79211A3023C21 DICHTSCHEIBE E
Use EU p/n F79402E871A1 O-RING, INNENDURCHMESSER 10 MM, E
Use EU p/n F79450A3006A3 DRUCKREGLER, 4bar E
Use EU p/n F79450A3006C33 DECKEL E
Use EU p/n F79451A3040B198 DICHTUNG (SATZ) E
Use EU p/n F79451A3040B206 MAGNETVENTIL, GESCHL. E
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F79451A3040C353
F79451A3040D32
F79451A3323C13
F79451A3358B161
F79451A3358C110
F79451A3358C97
F79451A3364B27
F79451A3370B103
F79451A3370B106
F79451A3370B78
F79451A3404B25
F79451A3404C272
F79451A3404C284
F79451E3172A1
F79458L1011A1
GWK-10558294
GWK-AAI2021319
GWK-AAI2021347
GWK-AAID20-15
GWK-AAIDRRP10AL-40

DICHTSCHEIBE
LIVE-SCHALTG.ZUBEH

Excenter

KLEMMENPLATTE JT

DICHTUNG

BUCHSE

FDV-TIEFENDOSIERUNG, kpl. (Monel-Ausf.)
ANSCHLUSSPLATTE

NETZPLATTE P102 JQ
VERBIND-KABEL MOD.
HALTER,FDV AUSSEN

DICHTUNG

AUSBLASDROSSEL
STOESSELDICHTUNG
ANSCHALTUNG

SIEMENS-SCHILD, ( 18,6 X 69mm )
FID, Grundkdrper (BOTTOM, BODY)
FID Flammensperre "EX"

Sample Loop D20 - 15

Druckregler RP10

GWK-AAIFLOWMET521( Flowmeter (Tube & Float)

GWK-AAIGESTO001
GWK-AAIHPDO014
GWK-AAIHPT0001
GWK-AAIHPT0002
GWK-AAIPM9899-022
GWK-AAIPNEUKEYD20
GWK-AAIR5-100-440
GWK-AAIR5-10-10
GWK-AAIR5-15-10
GWK-AAIR5-20-10
GWK-AAIR5-25-10
GWK-AAIR5-30-10
GWK-AAIR5-40-10
GWK-AAIR7-15-40
GWK-AAIR7-20-40
GWK-AAIR7-25-40
GWK-AAIR7-35-40
GWK-AAIR7-40-40

GESTELL, KPL.

-Kant Doppelnippel 1/2"
Hochleistungsheizpatrone 230V AC
Hochleistungsheizpatrone 115V AC
PUMPE F. ADVANCE OPTIMA
Manueller Pneumat. Schlisselschalter
Restrictor R - 5 - 100 - 440
Restrictor R-5-10- 10

Restrictor R -5 - 15 - 10

Restrictor R-5-20 - 10

Restrictor R -5 - 25 - 10

Restrictor R-5-30 - 10

Restrictor R -5 -40 - 10

Restrictor R - 7 - 15 - 40

Restrictor R - 7 - 20 - 40

Restrictor R - 7 - 25 - 40

Restrictor R - 7 - 35 - 40

Restrictor R - 7 - 40 - 40

GWK-AAIVALCOERSO5: Rotor f. Valco-Vent. (SSAC6WE)
GWK-AAIVALCOERS151 Valco-Ventil (ATC6UWE)
GWK-AAIVALCOERS15z Valco-Ventil (ATCI4AUWE1/2EB)
GWK-AAIVALCOERS15: Valco-Ventil (ATCI4WE.06/.1HC-AA)
GWK-AAIVALCOERS154 Valco-Ventil (ATCI4WE.06/.1)
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Gas Chromatograph
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Part Number (US) Part Number (EU) Other Information Weight kg. SN & Kit Ann'l Min. Loc
Warr'y Qty Rate Qty
Use EU p/n GWK-AAIVALCOERS15¢ Valco-Ventil (ATCI4UWE.2/.5) E
Use EU p/n GWK-AAIVALCOERS161Valco-Ventil (ATC6WE) E
Use EU p/n GWK-AAIVALCOERSL16: Valco-Ventil (ATCI4WP.2/.5EB) E
Use EU p/n GWK-AAIVALCOERS164 Valco-Ventil (ATCI4WP.1/.2EB) E
Use EU p/n GWK-AAIVALCOERS16E Valco-Ventil (ATCI4UWE.5/1) E
Use EU p/n GWK-AAIVALCOERS20C Verbindungsstiick (Valco ZU1M) E
Use EU p/n GWK-AAIWTHO0001 Doppel PT100 ; Eintauch-Widerstandstherm E
Use EU p/n GWK-AUT362-1 Sonderabwicklung AUT 362 E
Use EU p/n GWK-CHR20001653-11 Ersatzkueken m. Septum f. Toeplerpump E
Use EU p/n GWK-CHR20001653-14 Absperrventil f. U-Rohr f. Toeplerpump E
Use EU p/n GWK-CHR20001653-16 Kurbelantrieb m. O-Ringen f. Toeplerpump E
Use EU p/n GWK-CHR20001703-02 Fiber Optic Connector E
Use EU p/n GWK-CHR20001703-03 Almatec Pumpe mit Pulsationsdaempfer E
Use EU p/n GWK-CHR20001703-04 Druckregler mit Manometer aus Edelstahl E
Use EU p/n GWK-CHR20001703-05 Connectors for the pump of AT-9820-01 E
Use EU p/n GWK-CHR20001703-06 Level sensor for the pump of AT-9820-01 E
Use EU p/n GWK-CHR20001703-08 LWL-Service-Koffer E
Use EU p/n GWK-CHRAAI-KAT1-L1 Trennsaeule E
Use EU p/n GWK-CHRAAI-KAT1-L2 Trennsaeule E
Use EU p/n GWK-CHRAAI-KAT1-L3 Trennsaeule E
Use EU p/n GWK-CHRAAI-KAT2-L1 Trennsaeule E
Use EU p/n GWK-CHRAAI-KAT2-L2 Trennsaeule E
Use EU p/n GWK-CHRAAI-KAT2-L3 Trennsaeule E
Use EU p/n GWK-CHRAAI-KAT3-L1 Trennsaeule E
Use EU p/n GWK-CHRAAI-KAT3-L2 Trennsaeule E
Use EU p/n GWK-CHRAAI-KAT3-L3 Trennsaeule E
Use EU p/n GWK-CHRAMCHR20235 CO2-Falle, 1/8"-Fittings E
Use EU p/n GWK-CHRAMCHR20235 CO2-Falle, 1/4"-Fittings E
Use EU p/n GWK-CHRBASIS1342 Titan-Stutzhilse 10mm E
Use EU p/n GWK-CHRBASIS137 Gasverteilungsrohr 175D E
Use EU p/n GWK-CHRBASIS163 UMRUESTSATZ (ANPASSUNG WLD P102 - P101) E
Use EU p/n GWK-CHRD1480ERW  Nachruestung 2.0fen D1480 E
Use EU p/n GWK-CHRD1670ERW  Nachruestung 2.0fen D1670 E
Use EU p/n GWK-CHRDRUBEHE17z Verdampfungsdruckregler beheizt D1727 E
Use EU p/n GWK-CHRDRUD1668  Tintenstrahldrucker HPDJ 400C E
Use EU p/n GWK-CHRDRUD1799 DRUCKER HP-DJ690C+ 230VAC E
Use EU p/n GWK-CHRELREGLR260 ELEKTRONISCHER REGLER E
Use EU p/n GWK-CHRENTNI63 Entsorgung Folie Nickel 63 E
Use EU p/n GWK-CHRERS1 Molekularsieb 0,5nm E
Use EU p/n GWK-CHRERS10 Akku 3,6V / 150mA E
Use EU p/n GWK-CHRERS100 NI-MH BATTERY PACK FOR LIFEBOOK C4135 E
Use EU p/n GWK-CHRERS11 Zugseil f. Druckkopf SP4400 (ChromJet) E
Use EU p/n GWK-CHRERS13 V-BELT, RIEMEN, SPA 1320 E
Use EU p/n GWK-CHRERS14 E-VALVE, VENTIL, TEN E
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GWK-CHRERS15
GWK-CHRERS16
GWK-CHRERS17
GWK-CHRERS18
GWK-CHRERS19
GWK-CHRERS2

GWK-CHRERS20
GWK-CHRERS21
GWK-CHRERS22
GWK-CHRERS23
GWK-CHRERS24
GWK-CHRERS25
GWK-CHRERS26
GWK-CHRERS27
GWK-CHRERS28
GWK-CHRERS3

GWK-CHRERS31
GWK-CHRERS32
GWK-CHRERS33
GWK-CHRERS34
GWK-CHRERS35
GWK-CHRERS36
GWK-CHRERS37
GWK-CHRERS38
GWK-CHRERS39
GWK-CHRERS4

GWK-CHRERS40
GWK-CHRERS41
GWK-CHRERS42
GWK-CHRERS45
GWK-CHRERS46
GWK-CHRERS47
GWK-CHRERS48
GWK-CHRERS5

GWK-CHRERS51
GWK-CHRERS52
GWK-CHRERS53
GWK-CHRERS54
GWK-CHRERS55
GWK-CHRERS56
GWK-CHRERS57
GWK-CHRERS6

GWK-CHRERS63
GWK-CHRERS66

E-VALVE NOZZLE VENTIL-STUTZEN, 0,6,
DRYER ADK 163 BOERDEL

INSPECTION WINDOW

LIQUID SEPARATOR

FLOW SWITCH

TEILESATZ VESPELDICHTUNGEN

PRESSURE SWITCH

THERMOSTATE

THERMOSTATE, ALARM

PRESSURE SWITCH

FILTER

FILTER INSERTS FOR SWIRLCLEAN-FILTER
FILTER INSERTS FOR GENIEFILTER
UMRUSTSATZ ANSCHLUSS.-TEILE FUR WLD-A9
PTFE-Filterelement (10er Box)

Porapac T (50/80 MESH)

DOSIERVENTIL, DS 10 PORTS

Heizhuelse P300

Druckluftfilter (Balston)

Filterelement 050-05-BX

Molykotefett 111

Klemmstecker 25-polig

Pneum. 2-Wege-Membranventil PTFE
VENTILMEMBRAN

Push-Button-Ventil (VLLMA)

Chromosorb 104 (60/80 MESH)

Ventil fir Probenzylinder

Berstscheibe fiir Probenzylinder
Verdampfungsdruckregler elektr. beheizt

SATZ ANSCHLUSS-TEILE CRACK-REAKTOR
WELLMEMBRANE FUR MEMBRANPUMPE N 026
VENTILSCHEIBE FUR MEMBRANPUMPE N 026
RING FUR MEMBRANPUMPE N 026
Molekularsieb 5A (60/80 MESH)

HEIZPATRONE FUR MEMBRANPUMPE N 026
Termosensitives Papier fur SP 4270/4290

SATZ VERSCHR.-TEILE TRENNSAEULE 2 - 3 MM
DRUCKSCHEIBENSCHLUSSEL F. PUMPE N 026
Membrane fir 2-Wege-Membranventil PTFE
3/2-Wege-Magnetventil EEX ED IIC T4

Silicon PTFE Scheibe

Verschraubungen fuer Valco-Ventil

T-Stiick (5-1,5-5mm), PTFE

O-RING (VITON)
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Part Number (US) Part Number (EU) Other Information Weight kg. SN & Kit Ann'l Min. Loc
Warr'y Qty Rate Qty
Use EU p/n GWK-CHRERS67 O-RING (VITON) E
Use EU p/n GWK-CHRERS69 SICH. M2,5A 250V E
Use EU p/n GWK-CHRERS7 SATZ VERSCHR.-TEILE TRENNSAEULE 2 - 4 MM E
Use EU p/n GWK-CHRERS70 TENAX TA (80/100 MESH) E
Use EU p/n GWK-CHRERS71 KOPF FUER MEMBRANPUMPE NA 145AN.27 E
Use EU p/n GWK-CHRERS73 ASF MEMBRANPUMPE MIT ATB E
Use EU p/n GWK-CHRERS74 REPARATUR-SET F. ASF MEMBRANPUMPE E
Use EU p/n GWK-CHRERS76 MAGNETVENTIL 24V FUER GASVERSORGUNG E
Use EU p/n GWK-CHRERS77 Fast Loop Filter E
Use EU p/n GWK-CHRERS78 Filter Cartridge E
Use EU p/n GWK-CHRERSS8 SATZ VERSCHR.-TEILE TRENNSAEULE 4 - 4 MM E
Use EU p/n GWK-CHRERS9 Silikonstopfen fur Toeplerpumpe E
Use EU p/n GWK-CHRERSATSD189 ERSATZ-TRENNSAEULENSATZ FUER D1894 E
Use EU p/n GWK-CHRERSATSD189 ERSATZ-TRENNSAEULENSATZ FUER D1895/D1896 E
Use EU p/n GWK-CHRERSATSD189 ERSATZ-TRENNSAEULENSATZ FUER D1897 E
Use EU p/n GWK-CHRERSATSD189 ERSATZ-TRENNSAEULENSATZ FUER D1898 E
Use EU p/n GWK-CHRERSATSD189 ERSATZ-TRENNSAEULENSATZ FUER D1899 E
Use EU p/n GWK-CHRERSATZ Ersatzteil fur GC: E
Use EU p/n GWK-CHRERSNADELO1 Ersatznadeln fur Luer-Lock-Anschluss E
Use EU p/n GWK-CHRERSNADELO2Z Ersatznadeln fir 25-500pl Spritzen E
Use EU p/n GWK-CHRFILTGEH1727 Filtergehaeuse m.Bypass u.Anschl. D1727 E
Use EU p/n GWK-CHRHPR1-100041 Diaphragm Assembly, 0-10,25,50,100 PSIG E
Use EU p/n GWK-CHRHPR1-102636 Poppet, Seat and Spring Kit E
Use EU p/n GWK-CHRHPR2-101875 Temperaturregler E
Use EU p/n GWK-CHRISOLIERUNG Isolierung fuer PT100-Anschluss FID E
Use EU p/n GWK-CHRKHZ-75394  Katalysator-Heizung 75394-220 E
Use EU p/n GWK-CHRLAPTCP658 Laptop Mobile 300CTE italienisch E
Use EU p/n GWK-CHRLAPTCP660 Notebook SNI-Mobile 320 E
Use EU p/n GWK-CHRLAPTD1668 LAPTOP INKL. SOFTWAREINSTALLATION E
Use EU p/n GWK-CHRLAPTD1676 TOP INKL. SOFTWAREINSTALLATION E
Use EU p/n GWK-CHRLAPTMOB360 Laptop Mobile 360 DT E
Use EU p/n GWK-CHRMATD1654  Aenderung D 1654 E
Use EU p/n GWK-CHRMODEM2 ISDN Adapter intern E
Use EU p/n GWK-CHRMODEM3 US Robotics 56K Modem E
Use EU p/n GWK-CHRMODEMEXT US Robotics 56K Modem E
Use EU p/n GWK-CHRMODEMINT Modem PC Card E
Use EU p/n GWK-CHRMT010-032 Heizelement, 230V/200W E
Use EU p/n GWK-CHRMT010-037 Temp.-Messwiderstand,PT2x1000hm E
Use EU p/n GWK-CHRMTO010-038  Temp.-Messwiderstand PT 1x100 Ohm E
Use EU p/n GWK-CHRMT101-002-4 Dichtkegelsatz PTFE-TFM / Plain E
Use EU p/n GWK-CHRMT101-002-5 Dichtkegelsatz PTFE/Carbon 10% E
Use EU p/n GWK-CHRMT101-002-9 Dichtkegelsatz PTFE/Vertaflon E
Use EU p/n GWK-CHRMT101-009 Dichtscheibe/PTFE Glassfiber E
Use EU p/n GWK-CHRMT101-017  Dichtscheibe/Graphit E
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Use EU p/n GWK-CHRMT101-202-4 Dosierwelle, 0,5ul Hastelloy-C E
Use EU p/n GWK-CHRMT101-202-6 Dosierwelle, 2ul Hastelloy-C E
Use EU p/n GWK-CHRMT101-205 FDV MAT komplett E
Use EU p/n GWK-CHRMT101-206 VERDAMPFERZYLINDER komplett E
Use EU p/n GWK-CHRMT101-215  Verschraubung/Probe 1/8" E
Use EU p/n GWK-CHRMT101-266  Verschraubung /Tragergas. 1/16" 316 SS E
Use EU p/n GWK-CHRMT101-650 FDV Komplett E
Use EU p/n GWK-CHRMT101-652  Verschraubung / Kapillar-Trenns. 1/16" E
Use EU p/n GWK-CHRMT101-655-1 Seal Kit, PTFE/Rulon-J E
Use EU p/n GWK-CHRMT101-655-9 Dichtkegelsatz PTFE VARTAFLON E
Use EU p/n GWK-CHRMT101-657  Ferrule E
Use EU p/n GWK-CHRNIR002 FT-NIR Spektrometer fuer NIRO02 E
Use EU p/n GWK-CHRPCCP660 DESCTOP-PC incl. 14" Monitor E
Use EU p/n XXX DESCTOP-PC incl. SOFTWAREINSTALLATION E
Use EU p/n GWK-CHRPCR126 Desctop-PC incl. 17" Monitor E
Use EU p/n GWK-CHRPCR157 DESCTOP-PC incl. 15" Monitor E
Use EU p/n GWK-CHRPROBDURCH DURCHLASSTEIL 6MM ROHR, GLATT E
Use EU p/n GWK-CHRRGD2-3H0017 UV-Lampe G4T4 fir RGD-2 E
Use EU p/n GWK-CHRRGD2-3H001¢ Lamp Starter E
Use EU p/n GWK-CHRSCHALLDAEN Hochleistungsschalldaempfer E
Use EU p/n GWK-CHRSCHUTZWIFII Zwischenstecker fuer FID-Anschluss E
Use EU p/n GWK-CHRSDANSCHLU¢ Schalldaempfer-Anschlussmuffe E
Use EU p/n GWK-CHRSFMTO0001  Molsieve 5A 60/80 mesh (Saulenfulimat) E
Use EU p/n GWK-CHRSFMTO0002  Porapac Q 50/80 mesh (Saulenfullmat) E
Use EU p/n GWK-CHRSFMTO0003  HayeSep C 60/80 mesh (Saulenfillmat) E
Use EU p/n GWK-CHRSFMT0004  SP 96 (Saulenfullmat) E
Use EU p/n GWK-CHRSFMTO0005  SE 30 (Saulenfullmat) E
Use EU p/n GWK-CHRSFMT0006  DEGS (Séaulenfiullmat) E
Use EU p/n GWK-CHRSFMT0007  H3PO4 (Saulenfilimat) E
Use EU p/n GWK-CHRSFMT0008 IGEPAL CO-990 (Saulenfullmat) E
Use EU p/n GWK-CHRSFMTO0009  Oronite NIW (Saulenfilimat) E
Use EU p/n GWK-CHRSFMTO0010  Silikagel 60/80 mesh (Saulenfillmat) E
Use EU p/n GWK-CHRSFMTO0011  Molekular Sieve 13x 60/80 mesh E
Use EU p/n GWK-CHRSFMT0012  Chromosorb W AW DMCS 60/80 mesh E
Use EU p/n GWK-CHRSFMTO0013  Porapak T50/80 mesh E
Use EU p/n GWK-CHRSFMT0014  Glass Wolle (Saulenfillmat) E
Use EU p/n GWK-CHRSFMTO0015 HayeSep Q 80/100 mesh (Saulenfullmat) E
Use EU p/n GWK-CHRSFMT0016  HayeSep N 80/100 mesh (Saulenfulimat) E
Use EU p/n GWK-CHRSFMTO0017  HayeSep T 80/100 mesh (Saulenfullmat) E
Use EU p/n GWK-CHRSFMT0018 HayeSep R 80/100 mesh (Saulenfulimat) E
Use EU p/n GWK-CHRSOFTSAFEG/ Software SAFE GAS/MODBUS DRIVER E
Use EU p/n GWK-CHRSOND1567V0 Pumpenzubehoer E
Use EU p/n GWK-CHRSOND1567V0 Probenpumpe E
Use EU p/n GWK-CHRSOND1567V0 Pumpenzubehoer E
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Use EU p/n GWK-CHRSOND1567V0 Sicherung 4 A E
Use EU p/n GWK-CHRSONR104V02 Satz Spritzen 10 Microliter E
Use EU p/n GWK-CHRSONR104V03 Spritze 1 Microliter E
Use EU p/n GWK-CHRSPRITZEO1 Spritze mit auswechselb. Nadel (1ml Gas) E
Use EU p/n GWK-CHRSPRITZEO2 Spritze mit auswechselb. Nadel (5ml Gas) E
Use EU p/n GWK-CHRSPRITZEO3 Spritze SGE (100ml) E
Use EU p/n GWK-CHRSPRITZEO4  Spritze SGE (100pl) E
Use EU p/n GWK-CHRTSCP7375  Trennsaeule Chrompack 7375 E
Use EU p/n GWK-CHRTSCP7381  Trennsaeule Chrompack 7381 E
Use EU p/n GWK-CHRTSCP7452  Trennsaeule Chrompack 7452 E
Use EU p/n GWK-CHRTSCP7680  Trennsaeule Chrompack 7680 E
Use EU p/n GWK-CHRTSCP7688 TRENNSAEULE CHROMPACK 7688 E
Use EU p/n GWK-CHRTSCP8752  Trennsaeule Chrompack 8752 E
Use EU p/n GWK-CHRTSHP19091S TRENNSAEULE HP PONA 19091S E
Use EU p/n GWK-CHRTSJW113430z TRENNSAEULE J&W 113-4302 E
Use EU p/n GWK-CHRTSJW1134312 TRENNSAEULE J&W 113-4312 E
Use EU p/n GWK-CHRTSJW123221< TRENNSAEULE J&W 123-2214 E
Use EU p/n GWK-CHRTSREST1017: TRENNSAEULE Restek 10173 E
Use EU p/n GWK-CHRTSREST1018t TRENNSAEULE Restek 10188 E
Use EU p/n GWK-CHRTSREST1405: TRENNSAEULE Restek 14051 E
Use EU p/n GWK-CHRTSREST1405: TRENNSAEULE Restek 14054 E
Use EU p/n GWK-CHRTSREST1405  TRENNSAEULE Restek 14057 E
Use EU p/n GWK-CHRTSREST1504: TRENNSAEULE Restek 15043 E
Use EU p/n GWK-CHRTSREST1507( TRENNSAEULE Restek 15070 E
Use EU p/n GWK-CHRTSREST1507: TRENNSAEULE Restek 15072 E
Use EU p/n GWK-CHRTSREST1507: TRENNSAEULE Restek 15073 E
Use EU p/n GWK-CHRTSREST1508t TRENNSAEULE Restek 15088 E
Use EU p/n GWK-CHRTSREST1971! TRENNSAEULE Restek 19715 E
Use EU p/n GWK-CHRTSREST1971¢t TRENNSAEULE Restek 19716 E
Use EU p/n GWK-CHRTSREST2011¢ Ceramic Scoring Wafer E
Use EU p/n GWK-CHRTSREST2079( Deactivated Fused Silica Wool E
Use EU p/n GWK-CHRTSREST2164! Restek Veri-Flow 500 Elect. Flowmeter E
Use EU p/n GWK-CHRTSREST5292: TRENNSAEULE Restek 52922 E
Use EU p/n GWK-CHRTSREST7015: TRENNSAEULE Restek 70152 E
Use EU p/n GWK-CHRTSREST7015! TRENNSAEULE Restek 70155 E
Use EU p/n GWK-CHRTSREST7015¢ TRENNSAEULE Restek 70158 E
Use EU p/n GWK-CHRTSREST7017( TRENNSAEULE Restek 70170 E
Use EU p/n GWK-CHRTSREST7017: TRENNSAEULE Restek 70173 E
Use EU p/n GWK-CHRTSREST7017 - TRENNSAEULE Restek 70177 E
Use EU p/n GWK-CHRTSREST7017¢ TRENNSAEULE Restek 70179 E
Use EU p/n GWK-CHRTSREST7018t TRENNSAEULE Restek 70188 E
Use EU p/n GWK-CHRTSREST7019: TRENNSAEULE Restek 70192 E
Use EU p/n GWK-CHRTSREST7025! TRENNSAEULE Restek 70255 E
Use EU p/n GWK-CHRTSREST7055: TRENNSAEULE Restek 70552 E
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Use EU p/n GWK-CHRTSREST7056¢ TRENNSAEULE Restek 70569 E
Use EU p/n GWK-CHRTSREST7062: TRENNSAEULE Restek 70623 E
Use EU p/n GWK-CHRTSREST7062! TRENNSAEULE Restek 70625 E
Use EU p/n GWK-CHRTSREST7064( TRENNSAEULE Restek 70640 E
Use EU p/n GWK-CHRTSREST7065: TRENNSAEULE Restek 70652 E
Use EU p/n GWK-CHRTSREST7065! TRENNSAEULE Restek 70655 E
Use EU p/n GWK-CHRTSREST7065¢ TRENNSAEULE Restek 70658 E
Use EU p/n GWK-CHRTSREST7066° TRENNSAEULE Restek 70667 E
Use EU p/n GWK-CHRTSREST7067( TRENNSAEULE Restek 70670 E
Use EU p/n GWK-CHRTSSA24155 Trennsaeule Petrocol DH 150 24155 E
Use EU p/n GWK-CHRTSSA24160-U Trennsaeule Petrocol DH 24160-U E
Use EU p/n GWK-CHRTSSA25538 Trennsaeule SCOT 25538 E
Use EU p/n GWK-CHRTSSUP00001( TRENNSAEULE SUPELCO 000010-203 E
Use EU p/n GWK-CHRTSSUP25300l TRENNSAEULE SUPELCO 25300-U E
Use EU p/n GWK-CHRTSSUP25302l TRENNSAEULE SUPELCO 25302-U E
Use EU p/n GWK-CHRTSSUP25388 TRENNSAEULE SUPELCO 25388 E
Use EU p/n GWK-CHRTSSUP25391 TRENNSAEULE SUPELCO 25391 E
Use EU p/n GWK-CHRTSSUP25521 TRENNSAEULE SUPELCO 25521 E
Use EU p/n GWK-CHRTSSUP25536 TRENNSAEULE SUPELCO 25536 E
Use EU p/n GWK-CHRTSSUP25538 TRENNSAEULE SUPELCO 25538 E
Use EU p/n GWK-CHRUMBMP236V(Umbau MP236 E
Use EU p/n GWK-CHRWLDZELLSOMWLD-ZELLE 140 pl (Sonderausfertigung 1) E
Use EU p/n GWK-CHRWLDZELLSOMWLD-ZELLE 140 pl (Sonderausfertigung 2) E
Use EU p/n GWK-TS-KAT1-L1 Trennsaeule E
Use EU p/n GWK-TS-KAT1-L2 Trennsaeule E
Use EU p/n GWK-TS-KAT1-L3 Trennsaeule E
Use EU p/n GWK-TS-KAT1-L4 Trennsaeule E
Use EU p/n GWK-TS-KAT1-L5 Trennsaeule E
Use EU p/n GWK-TS-KAT1-L6 Trennsaeule E
Use EU p/n GWK-TS-KAT1-L7 Trennsaeule E
Use EU p/n GWK-TS-KAT2-L1 Trennsaeule E
Use EU p/n GWK-TS-KAT2-L2 Trennsaeule E
Use EU p/n GWK-TS-KAT2-L3 Trennsaeule E
Use EU p/n GWK-TS-KAT2-L4 Trennsaeule E
Use EU p/n GWK-TS-KAT2-L5 Trennsaeule E
Use EU p/n GWK-TS-KAT2-L6 Trennsaeule E
Use EU p/n GWK-TS-KAT2-L7 Trennsaeule E
Use EU p/n GWK-TS-KAT3-L1 Trennsaeule E
Use EU p/n GWK-TS-KAT3-L2 Trennsaeule E
Use EU p/n GWK-TS-KAT3-L3 Trennsaeule E
Use EU p/n GWK-TS-KAT3-L4 Trennsaeule E
Use EU p/n GWK-TS-KAT3-L5 Trennsaeule E
Use EU p/n GWK-TS-KAT3-L6 Trennsaeule E
Use EU p/n GWK-TS-KAT3-L7 Trennsaeule E
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Use EU p/n GWK-TS-TSTR Trennsaeulentest nur RS E
Use EU p/n GWK-TS-TSTRS Trennsaeulentest R+S/R+V E
Use EU p/n GWK-TS-TSTRSV Trennsaeulentest R+S+V E
Use EU p/n KHZ-75398 Katalysator-Heizung 75398 E
Use EU p/n M53134A2024A001 Pneu. Umschaltventil UV107 K, M7x0,5 E
Use EU p/n M53134A2024A052 FILTERGEHAEUSE E
Use EU p/n M53134A2024A062 EX-KLEMMKASTEN E
Use EU p/n M53134A2024A070 PNEUM.UMSCHALTVENT UV111 E
Use EU p/n M53134A2024A071 PNEUM.UMSCHALTVENT UV112 E
Use EU p/n M53134A2024A072 PNEUM.UMSCHALTVENT UV113 E
Use EU p/n P79006A114E1 Speicherpaket Franzoesisch PGC 101 E
Use EU p/n P79006A133E1 PROGRAMMSPEICHER, ENGLISCH E
Use EU p/n S26361K472V150 17" Monitor MCM1755NTD E
Use EU p/n S26361K551V150 17" Monitor S-COL 17 MCM17P1 E
Use EU p/n S79610S15A68 MODEM-PAKET E
Use EU p/n S79610S20A68 SERVER E
Use EU p/n S79610S23A68 DOWNLOAD DRIVER MODBUS AKTUELLE VERSION E
Use EU p/n S79610S24A68 TELEPERM-DRIVER E
Use EU p/n S79610S26A68 RPARCHIV E
Use EU p/n S79610S27A68 GCLAN E
Use EU p/n S79610S28A68 GCARCHIV E
Use EU p/n S79610S32A68 PROFIBUS DP DRIVER E
Use EU p/n S79610S33A68 PROFIBUS DP DRIVER V2.0 E
Use EU p/n S79610S34A68 Sondertreiber Korea water E
Use EU p/n S79610S9A68 RGC - PAKET E
Use EU p/n SMC-DXT170291 DICHTUNG FUER MAGNETVENTIL E
Use EU p/n SMC-DXT170-29-1 DICHTUNG FUER MAGNETVENTIL E
Use EU p/n W74062M3601A1 LED-5RT LR5160-F/G E
Use EU p/n W75047C2002X ESCAP-SERVOMOTOR E
Use EU p/n W75070G1301A10 STIFTLEISTE,10P. E
Use EU p/n W75078D2X KAMMRELAIS 24V,K21 E
Use EU p/n W75086D1A205 TEMPERATURBEGRENZER 205GRD E
Use EU p/n W75086D1A300 TEMPERATURBEGRENZER 300GRD E
Use EU p/n W75086D3X RELAIS 4 WECHSLER E
Use EU p/n W79008C4502J WI-VAR 5K E
Use EU p/n W79008X17A2 Schliesskraft-Widerstand E
Use EU p/n W79022U4006B201 TR-FET-J U421 E
Use EU p/n W79024R9281B253 EL-LASTREL ZRA6030 E
Use EU p/n W79025B220N20 LCD-DISPLAY FUER SICHROMAT 1,2 U. 3 E
Use EU p/n W79045A4000X PHOTOMULTIPLIER E
Use EU p/n W79050T2202L102 DRUCKSCHALTER E
Use EU p/n W79050W1213U102 SCHALT-WIPP E
Use EU p/n W79054L1011T630 SICH.T 6,3A/250V E
Use EU p/n W79054N1010M250 SICH. M 0,250A E
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Use EU p/n W79054N1010M800 SICH. M 0,800A E
Use EU p/n W79054N1011M160 SICH.M 1,6A/250V E
Use EU p/n W79064A4001B30 GLUEHLAMPE, 30 V/20 MA MIT SOCKEL T4,5 E
Use EU p/n W79073B2405L1 BUCHSE ROT E
Use EU p/n W79073B2406L1 BUCHSE BLAU E
Use EU p/n W79074U1403A3 KUPPLUNGSSTECKER E
Use EU p/n W79078B1001A712 KLEMMLEISTE,12POL E
Use EU p/n W79078B1004K602 KLEMMLEISTE,4 POL E
Use EU p/n W79079U4A3 Leitungs-Einfuehrung EExdIIC E
Use EU p/n W79079U9A3 DURCHFUEHRUNG E
Use EU p/n W79083A1001D115 HEIZKOERPER 115V E
Use EU p/n W79083A1001D24 HEIZPATRONE 24V/35W E
Use EU p/n W79083A1001E24 HEIZPATRONE, 55 W BEI 24 V E
Use EU p/n W79083A1001F115 FLACHHEIZELEMENT E
Use EU p/n W79083A1001F115 FLACHHEIZELEMENT E
Use EU p/n W79083A1001F220 HEIZPATRONE 175W / 230V E
Use EU p/n W79083A1002D220 HEIZKOERPER 220V E
Use EU p/n W79083A1002D24 FID HEIZELEMENT (P300) 24V/35W E
Use EU p/n W79084L.1001B5 LITHIUMBATT.3,4V E
Use EU p/n W79084U1001B12 LITHIUMBATT.3,4V E
Use EU p/n W79084Z15X BATTERIEHALTER E
Use EU p/n W79086D2A170 THERMOSCHALTER TYP:3455RC E
Use EU p/n W79087A1A54 LUEFTER AX 24V DC E
Use EU p/n W79087A2001B160 AXIALLUEFTER E
Use EU p/n W79087A4A170 AXIALLUEFTER 24VDC E
Use EU p/n WIF-401-01036 KLAPPENSTEUERUNG E
Use EU p/n WIF-401-01800 KLEMMENPLATTE E
Use EU p/n WIF-401-01801 BUSPLATINE DETEKTORELEKTRONIK E
Use EU p/n WIF-401-01802 BUSPLATINE DIGITAL ELEKTRONIK E
Use EU p/n WIF-401-01806 TASTATURPLATINE E
Use EU p/n WIF-401-02137 FEDER FUER KLAPPENSTEUERUNG E
Use EU p/n WIF-401-03403 ISOLIERPLATTE FUER KLAPPENSTEUERUNG E
Use EU p/n WIF-902-01013 SCHNAPPSCHALTER FUER KLAPPENSTEUERUNG E
Use EU p/n WIF-902-05001 KNOPF MIT DECKEL RGC202 E
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Valves
Model 50 Valve and Repair Kits
2017660-001 GWK-AI2017660-001 Valve, Model 50, 10 port 0.25 1.00 0.20 1.00 U
2001165-002 GWK-AI2001165-002 Model 50 Valve Mounting Bracket (Single) 0.05 1.00 0.20 1.00 U
2020304-001 GWK-AI2020304-001 Model 50 Valve Mounting Bracket (Double) 0.05 1.00 0.20 1.00 U
2020164-001 GWK-AI2020164-001 Model 50 Repair Kit 0.08 0.50 1.00 U
1312530-006 ~ Washer, M3 spring lock, stainless steel 10.00
1312092-007 " Screw, M3x25, socket head cap 10.00
1291509-003 A Fitting, nut, 1/16T, Valco 12.00
1291510-005 ~ Fitting, Ferrule, 1/16T, Stainless Steel, VALCO 12.00
2017664-003 ~ Model 50 3/4 inch diaphragm 10.00
2017664-003 GWK-AI2017664-003 Model 50 3/4 inch diphragm 0.05 1.00 U
For special Model 50 valve with integral sample shut off,
see Applet Module parts section under "Maxum" tab.
1631002-006 GWK-AI1631002-006 Screwdriver bit, torque, 2.5mm hex 0.05 1.00 U
2020281-001 GWK-AI2020281-001 Valve Assembly Fixture (tool to center diaphragm) 0.40 1.00 U
1631005-003 GWK-AI1631005-003 Torque Screwdriver, 7.2 inch-lbs 2.50 1.00 U
Model 11
2000627-002 GWK-AI2000627-002 Mode 11 Valve, External Loop, High Pressure w/Purge, SST, (Dish 1.11 U
Plunger)
2000627-003 GWK-AI2000627-003 Model 11 Sample Valve, Ext. Loop, HP. w/Purge, Monel, (Dish 1.11 U
Plunger)
2000627-004 GWK-AI2000627-004 Model 11 Sample Valve, Ext. Loop, HP w/Purge, Hastelloy, (Dish 1.11 U
Plunger)
2000627-005 GWK-AI2000627-005 Model 11 Sample Valve, Int. Loop, 2 ul with Purge, SST, (Dish 1.11 U
Plunger)
2000627-006 GWK-AI2000627-006 Model 11 Sample Valve, Internal Loop, 2 ul with Purge, Monel 1.11 U
2000627-007 GWK-AI2000627-007 Model 11 Sample Valve, Internal Loop, 2 ul with Purge, Hastelloy "C" 111 U
2000627-008 GWK-AI2000627-008 Model 11 Sample Valve, Internal Loop, 5 ul with Purge, SST 1.11 U
2000627-009 GWK-AI2000627-009 Model 11 Sample Valve, Internal Loop, 5 ul with Purge, Monel 1.11 U
2000627-010 GWK-AI2000627-010 Model 11 Sample Valve, Internal Loop, 5 ul , Hastelloy "C" 1.11 U

03- 2007 GC Spares, Master Global Price List (2006-07-03) No Price.xls

Valves; Page 1 of 19

Rev: (See above); Printed: 5/14/2007



Form Revision: 3 July 2006

Siemens Applied Automation
Gas Chromatograph
Master Spare Parts List

Part Number (US) Part Number (EU) Other Information Weight kg. SN & Kit Ann'l Min. Loc
Warr'y Qty Rate Qty
2000627-011 GWK-AI2000627-011 Model 11 Sample Valve, External Loop, LP, SST, (Flat Top Plungers) Default Standard 111 U
2000627-012 GWK-AI2000627-012 Model 11 Sample Valve, Ex. Loop, LP, Monel, (Flat Top Plungers) 111 U
2000627-013 GWK-AI2000627-013 Model 11 Sample Valve, Ext. Loop, LP, Hastelloy C, (Flat Top 111 U
Plungers)
2000627-014 GWK-AI2000627-014 Model 11 Sample Valve, Internal Loop, 2 ul, SST with purge 111 ]
Low Volume, Low Pressure, Vapor, (Flat Top Plungers)
2000627-015 GWK-AI2000627-015 Model 11 Sample Valve, 2 ul, Low Volume, Low Pressure 1.11 U
with .010 Cap tube on port 4 and ports 1.3.& 6 with .031 tubes
2000627-016 GWK-AI2000627-016 Model 11 Sample Valve, LDV, External loop, with Purge, SST 1.11 U
2000627-017 GWK-AI2000627-017 Model 11 Sample Valve, LDV, External loop, with Purge, Monel 1.11 U
2000627-018 GWK-AI2000627-018 Model 11 Sample Valve, LDV, External loop, with Purge, Hastelloy 1.11 U
e,
2000627-019 GWK-AI2000627-019 Model 11 Sample Valve, LDV, Internal Loop, 2 ul, with purge, SST 1.11 U
2000627-020 GWK-AI2000627-020 Model 11 Sample Valve, LDV, Internal Loop, 2 ul, with Purge, Monel 1.11 U
2000627-021 GWK-AI2000627-021 Model 11 Sample Valve, LDV, Internal Loop, 2 ul, with Purge, 1.11 U
Hastelloy "C"
2000627-022 GWK-AI2000627-022 Model 11 Sample Valve, LDV, Internal Loop, 5 ul, with Purge, SST 1.11 U
2000627-023 GWK-AI2000627-023 Model 11 Sample Valve, LDV, Internal Loop, 5 ul, with Purge, Monel 1.11 U
2000627-024 GWK-AI2000627-024 Model 11 Sample Valve, LDV, Internal Loop, 5 ul, with Purge, 1.11 U
Hastelloy "C"
2000627-025 GWK-AI2000627-025 Model 11 Sample Valve, LDV, Internal Loop, 0.5 ul, with purge, SST C79451A3404B218 1.11 U
2000627-026 GWK-AI2000627-026 Model 11 Sample Valve, LDV, Internal Loop, 0.5 ul, with Purge, Monel 1.11 U
2000627-027 GWK-AI2000627-027 Model 11 Sample Valve, LDV, Internal Loop, 0.5 ul, with Purge, 1.11 U
Hastelloy "C"
2000627-030 GWK-AI2000627-030 Model 11 Sample Valve, LDV, Internal Loop, 2 ul, SST with purge 1.11 U
Low Volume, Low Pressure, Vapor, (Flat Top Plungers); can replace -
014
2000627-031 GWK-AI2000627-031 Model 11 Sample Valve, with purge, 10 ul 111 U
2000627-032 GWK-AI2000627-032 Model 11 Sample Valve, LDV, 5 ul, low pressure 1.11 U
WIF40101044
Model 11 Valve Parts
C04200 GWK-AIC04200 Model 11 Sample Valve Cap, External Loop, 316 SST 1.11 U
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C04201 GWK-AIC04201 Model 11 Sample Valve Cap, External Loop, Monel 111 U
C04202 GWK-AIC04202 Model 11 Sample Valve Cap, External Loop, Hastelloy C 1.11 U
C04206 GWK-AIC04206 Model 11 Sample Valve Cap, Internal Loop, 2ul, 316 SST 1.11 U
C04207 GWK-AIC04207 Model 11 Sample Valve Cap, Internal Loop, 2ul, Monel 1.11 U
C04208 GWK-AIC04208 Model 11 Sample Valve Cap, Internal Loop, 2ul, Hastelloy C 111 U
C04209 GWK-AIC04209 Model 11 Sample Valve Cap, Internal Loop, 5ul, 316 SST 1.11 U
Cco4211 GWK-AIC04211 Model 11 Sample Valve Cap, Internal Loop, 5ul, Hastelloy C 111 U
C04221 GWK-AIC04221 Model 11 Sample Valve Cap, Internal Loop, 10ul, 316 SST 1.11 U
C04226 GWK-AIC04226 Model 11 Sample Valve Cap, Internal Loop, 20ul, 316 SST 1.11 U
2015546-001 GWK-AI2015546-001 Model 11 Sample Valve Cap, LDV, External Loop, 316 SST 0.27 U
2015546-002 GWK-AI2015546-002 Model 11 Sample Valve Cap, LDV, External Loop, Monel 0.27 U
2015546-003 GWK-AI2015546-003 Model 11 Sample Valve Cap, LDV, External Loop, Hastelloy C 0.27 U
2015547-001 GWK-AI2015547-001 Model 11 Sample Valve Cap, LDV, Internal Loop, 2ul, 316 SST 0.27 U
2015547-002 GWK-AI2015547-002 Model 11 Sample Valve Cap, LDV, Internal Loop, 2ul, Monel 0.27 U
2015547-003 GWK-AI2015547-003 Model 11 Sample Valve Cap, LDV, Internal Loop, 2ul, Hastelloy C 0.27 U
2015547-004 GWK-AI2015547-004 Model 11 Sample Valve Cap, LDV, Internal Loop, 5ul, 316 SST 0.27 U
2015547-005 GWK-AI2015547-005 Model 11 Sample Valve Cap, LDV, Internal Loop, 5ul, Monel 0.27 U
2015547-006 GWK-AI2015547-006 Model 11 Sample Valve Cap, LDV, Internal Loop, 5ul, Hastelloy C 0.27 U
2015594-001 GWK-AI2015594-001 Model 11 Sample Valve Cap, LDV, Internal Loop, 0.5ul, 316 SST 0.27 U
2015594-002 GWK-AI2015594-002 Model 11 Sample Valve Cap, LDV, Internal Loop, 0.5ul, Monel 0.27 U
2015594-003 GWK-AI2015594-003 Model 11 Sample Valve Cap, LDV, Internal Loop, 0.5ul, Hastelloy C 0.27 U
D40000 GWK-AID40000 Model 11 Sample Valve, Dacron Cushion Disc Min. Qty. 50 0.02 U
D40005 GWK-AID40005 Model 11 Sample Valve, Teflon Seal Disc Min. Qty. 50 0.02 U
D40010 GWK-AID40010 Model 11 Sample Valve, Kapton Seal Disc 0.02 U
1532003-003 GWK-AI1532003-003 Model 11 Sample Valve, Cushion Disc, (Nomex) High Temp. range Min. Qty. 20 0.02 U
250-300°
1532003-004 GWK-AI1532003-004 Model 11 Sample Valve, Teflon Seal Disc, 5 mil, (PFA) High Min. Qty. 20 0.02 U
Temperature
034024 GWK-AIO34024 Model 11 Sample Valve, Silicone O-Ring, Size 024, 11/8 ID X 1/16 Min. Qty. 100 0.02 U
050247 GWK-AIO50247 Model 11 Sample Valve, Silicone O-Ring, Size 004, 0.070 x 0.070 Min. Qty. 100 0.02 U
V16040 GWK-AIV16040 Model X, 11, 20, Silicone O-Ring, Size 133 Min. Qty. 50 0.02 U
V16038 GWK-AIV16038 Model X, 11, 20 Silicone O-Ring Size 10, .240I1D,.070W Min. Qty. 100 0.02 U
1531000-007 GWK-AI1531000-007 Model 11, Viton O-Ring, Size 133, (1.799" ID X .103" W ref. Dia.) HF Min. Qty. 20 0.02 U
applications
P56705 GWK-AIP56705 Model 11 Sample Valve, Plunger (Dish shaped; high pressure) 0.02 U
V16055 GWK-AIV16055 Model 11 Sample Valve, Plunger (Flat Top) 0.02 U
2000625-001 GWK-AI2000625-001 Model 11, Air Signal Manifold 0.05 U
2000626-001 GWK-AI2000626-001 Model 11 , Body with Purge 0.40 U
B00065 GWK-AIB00065 Model 11 , Retaining Base 0.17 U
P49500 GWK-AIP49500 Model 11, Compression Plate 0.01 U
P49510 GWK-AIP49510 Model 11, Compensation Plate 0.04 U
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S52000 GWK-AIS52000 Model 11, Compression Spring 0.02 U
V16022 GWK-AIV16022 Model 11, Air Loaded Piston, 303 SST 0.07 U
V16023 GWK-AIV16023 Model 11, Spring Loaded Piston 0.07 U
V16030 GWK-AIV16030 Model 11, Retaining Ring Min. Qty. 50 0.01 ]
V16052 GWK-AIV16052 Model 11, Balls, SST, 5/32" (4.0 mm ) Dia. Min. Qty. 100 0.02 U
W10000 GWK-AIW10000 Model 11, Washer Spring, SST, 0.190" Min. Qty. 100 0.02 U
1291510-005 GWK-AI1291510-005 Fitting, Ferrule, 1/16"T, SST, Valco, (ZF1) LDV Min. Qty. 25 0.02 U
1291010-005 GWK-AI1291010-005 Fitting, Ferrule, 1/16"T, Monel, Valco, (ZF1M4) LDV Min. Qty. 10 0.02 U
1291510-003 GWK-AI1291510-003 Fitting, Ferrule, 1/16"T, Hastelloy "C", Valco, (ZF1H4) LDV Min. Qty. 10 0.02 U
1291509-003 GWK-AI1291509-003 Fitting, Nut, 1/16"T, SST, Valco, (ZN1) LDV Min. Qty. 25 0.01 U
2015573-001 GWK-AI2015573-001 Model 11, LDV, Adapter Tube, SST, (Color band-Clear) LDV 0.01 U
2015573-002 GWK-AI2015573-002 Model 11, LDV, Adapter Tube, Monel, (Color band-Blue) LDV 0.01 U
2015573-003 GWK-AI2015573-003 Model 11, LDV, Adapter Tube, Hastelloy “C", (Color band-Red) LDV 0.01 U
G87004 GWK-AIG87004 Krytox Fluorinated Grease, 2 0z. 0.06 U
074995 GWK-AIO74995 Krytox Qil, 2 oz. 0.07 U

Model 11 Repair Kits

For All Manuals, see Accessories (2000615-009)

X00626 GWK-AIX00626 Model 11 Repair Refill Kit, (Diaphragm Plunger) 0.14 U
D40000 ~ Disc Cushion Diaphram 30.00
D40005 ~ Disc Seal Diaphram Teflon 30.00
034024 "N O-Ring, size 024,1-1/8 ID X 1/16, SiliconE 15.00
050247 " O-Ring, size 004,0.070 X 0.070, Silicon Rubber 12.00
V16038 " O-Ring, size 010,0.240 X 0.070, Silicon Rubber 15.00
V16040 " O-Ring, size 133,1.810 X 3/32, Silicon Rubber 30.00
H09614 N Screw, 10-32 X .875,S0OC HD, Stainless Steel 12.00
W10000 ~ Washer, Spring, .190 X .375 X .020, Stainless Steel 18.00
K21040 GWK-AIK21040 KIT Repair Model 11 Valve 5.57 U
V16040 N O-Ring, size 133,1.810 X 3/32, Silicon Rubber 10.00
V16038 " O-Ring, size 010,0.240 X 0.070, Silicon Rubber 5.00
050247 "N O-Ring, size 004,0.070 X 0.070, Silicon Rubber 4.00
D40005 ~ Disc Seal Diaphram Teflon 10.00
D40000 ~ Disc Cushion Diaphram 10.00
G87004 " Grease, Fluorinated, Krytox 240AC,2 OZ 1.00
074995 A Lubricant, Oil, Krytox 143 AY,2 OZ 1.00
V16031 ~ Pliers, Internal snap rings 1.00
V05100 ~ Screwdriver, Torque, Preset 35 Inch-pounds 1.00
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034024 " O-Ring, size 024,1-1/8 ID X 1/16, SiliconE 5.00
1631005-701 ~ Screwdriver, Torque adapter 1/4 SQ-5/32 Hex 1.00
1631005-001 ~ Screwdriver,Torque 6.5 inch-pounds 1.00
T10691 ~ Screwdriver bit, Torque 3/16 Hex 1.00
2000615-009 A Manual, Model 11 Valve Repair 1.00
B08025 N Tool Box, 19-1/16 X 7 X 7-1/8, Steel 1.00
P56705 ~ Plunger Model 11 Valve 6.00
H09614 N Screw, 10-32 X .875,S0OC HD, Stainless Steel 3.00
W10000 ~ Washer, Spring, .190 X .375 X .020, Stainless Steel 6.00
V16055 " Valve Model 1X & X Plunger 6.00
V16052 " Valve Model 1X Balls 5/32" 2.00
K21041 GWK-AIK21041 KIT Tool & TEST Model 5.84 U
B08025 N Tool Box, 19-1/16 X 7 X 7-1/8, Steel 1.00
F32601 A Fitting, CAP,1/16T, Stainless Steel 2.00
F35701 ~ Fitting, Ferrule, back, 1/16T, Stainless Steel 1.00
F35901 A Fitting, Ferrule, front, 1/16T, Stainless Steel 1.00
F36801 ~ Fitting, Nut, 1/16T, Stainless Steel 1.00
F39401 A Fitting, Union, 1/16T, Stainless Steel 1.00
G87004 " Grease, Fluorinated, Krytox 240AC,2 OZ 1.00
H09614 N Screw, 10-32 X .875,S0OC HD, Stainless Steel 4.00
2000615-009 A Manual, Model 11 Valve Repair 1.00
034024 " O-Ring, size 024,1-1/8 ID X 1/16, SiliconE 5.00
074995 A Lubricant, Oil, Krytox 143 AY,2 OZ 1.00
S90000 ~ Syringe, 20 cc, plastic B-D 2.00
S90002 ~ Syringe, 10 cc, glass 1.00
S90005 ~ Syringe, 3 cc, plastic 1.00
T10800 ~ Wrench, open end 1/4 X 5/16 2.00
T85995 A Tubing, Column, Stainless Steel,1/16 OD X .015 Wall 3.75
T94000 ~ Tubing, Tygon, .125 OD X .0625 ID 3.00
V05100 ~ Screwdriver, Torque, Preset 35 Inch-pounds 1.00
1631005-701 ~ Screwdriver, Torque adapter 1/4 SQ-5/32 Hex 1.00
1631005-001 ~ Screwdriver,Torque 6.5 inch-pounds 1.00
V11100 " Valve Model V111 1X & X 3.00
V16031 ~ Pliers, Internal snap rings 1.00
S52000 ~ Spring Model 11 Valve Optichrom 3.00
V16052 " Valve Model 1X Balls 5/32" 2.00
V16038 A O-Ring, size 010,0.240 X 0.070, Silicon Rubber 5.00
V16040 " O-Ring, size 133,1.810 X 3/32, Silicon Rubber 10.00
W10000 N Washer, Spring, .190 X .375 X .020, Stainless Steel 6.00
050247 " O-Ring, size 004,0.070 X 0.070, Silicon Rubber 9.00
V16055 " Valve Model 1X & X Plunger 6.00
P56705 ~ Plunger Model 11 Valve 6.00
D40005 ~ Disc Seal Diaphram Teflon 50.00
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D40000 ~ Disc Cushion Diaphram 50.00
V14502 ~ Adapter, Syringe to tubing 2.00
T10691 ~ Screwdriver bit, Torque 3/16 Hex 1.00
V16022 ~ Piston Air Loaded 303 1.00
V16023 ~ Piston Spring Loaded 1.00

2015585-001 GWK-AI2015585-001 KIT, Repair, Model 11 LDV Valve 4.00 U
V16040 "N O-Ring, size 133,1.810 X 3/32, Silicon Rubber 10.00
V16038 " O-Ring, size 010,0.240 X 0.070, Silicon Rubber 5.00
050247 "N O-Ring, size 004,0.070 X 0.070, Silicon Rubber 4.00
D40005 ~ Disc Seal Diaphram Teflon 10.00
D40000 ~ Disc Cushion Diaphram 10.00
G87004 " Grease, Fluorinated, Krytox 240AC,2 OZ 1.00
074995 A Lubricant, Oil, Krytox 143 AY,2 OZ 1.00
034024 " O-Ring, size 024,1-1/8 ID X 1/16, SiliconE 5.00
2015584-001 A Manual, Model 11 LDV Valve Repair 1.00
P56705 ~ Plunger Model 11 Valve 6.00
H09614 N Screw, 10-32 X .875,S0OC HD, Stainless Steel 3.00
W10000 ~ Washer, Spring, .190 X .375 X .020, Stainless Steel 6.00
V16055 " Valve Model 1X & X Plunger 6.00
V16052 " Valve Model 1X Balls 5/32" 2.00

2015586-001 GWK-AI2015586-001 Kit, Repair, Model 11 Low Dead Volume Valve, consumables with 5.50 U

Tools

B08025 A Tool Box, 19-1/16 X 7 X 7-1/8, Steel 1.00
F32601 ~ Fitting, CAP,1/16T, Stainless Steel 2.00
F35701 A Fitting, Ferrule, back, 1/16T, Stainless Steel 1.00
F35901 ~ Fitting, Ferrule, front, 1/16T, Stainless Steel 1.00
F36801 A Fitting, Nut, 1/16T, Stainless Steel 1.00
F39401 A Fitting, Union, 1/16T, Stainless Steel 1.00
G87004 " Grease, Fluorinated, Krytox 240AC,2 OZ 1.00
H09614 N Screw, 10-32 X .875,S0OC HD, Stainless Steel 4.00
2015584-001 A Manual, Model 11 LDV Valve Repair 1.00
034024 "N O-Ring, size 024,1-1/8 ID X 1/16, SiliconE 5.00
074995 A Lubricant, Oil, Krytox 143 AY,2 OZ 1.00
S90000 ~ Syringe, 20 cc, plastic B-D 2.00
S90002 ~ Syringe, 10 cc, glass 1.00
S90005 " Syringe, 3 cc, plastic 1.00
T10800 ~ Wrench, open end 1/4 X 5/16 2.00
T85995 ~ Tubing, Column, Stainless Steel,1/16 OD X .015 Wall 3.75
V05100 ~ Screwdriver, Torque, Preset 35 Inch-pounds 1.00
1631005-701 ~ Screwdriver, Torque adapter 1/4 SQ-5/32 Hex 1.00
1631005-001 ~ Screwdriver,Torque 6.5 inch-pounds 1.00
V11100 " Valve Model V111 1X & X 3.00
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V16031 ~ Pliers, Internal snap rings 1.00
S52000 ~ Spring Model 11 Valve Optichrom 3.00
V16052 " Valve Model 1X Balls 5/32" 2.00
V16038 "N O-Ring, size 010,0.240 X 0.070, Silicon Rubber 5.00
V16040 " O-Ring, size 133,1.810 X 3/32, Silicon Rubber 10.00
W10000 N Washer, Spring, .190 X .375 X .020, Stainless Steel 6.00
050247 " O-Ring, size 004,0.070 X 0.070, Silicon Rubber 9.00
V16055 " Valve Model 1X & X Plunger 6.00
P56705 ~ Plunger Model 11 Valve 6.00
D40005 ~ Disc Seal Diaphram Teflon 50.00
D40000 ~ Disc Cushion Diaphram 50.00
V14502 ~ Adapter, Syringe to tubing 2.00
T10691 ~ Screwdriver bit, Torque 3/16 Hex 1.00
V16022 ~ Piston Air Loaded 303 1.00
V16023 ~ Piston Spring Loaded 1.00
1291510-005 ~ Fitting, Ferrule, 1/16T, Stainless Steel, VALCO 10.00
1291509-003 A Fitting, Nut, 1/16T, Stainless Steel 10.00
2015573-001 " Adapter Tube, Model 11 LDV Valve, Stainless Steel 7.00
V05000 GWK-AIV05000 Valve Test Stand 10.00 U
Model 20 Valves
V06000 GWK-AIV06000 Model 20 Sample Valve, External Loop 2, all tubes 0.31 ID, SST 1.51 U
V06001 GWK-AIV06001 Model 20 Sample Valve, External Loop, Capillary tubes all tubes .010 151 U
ID, SST
V06002 GWK-AIV06002 Model 20 Sample Valve, External Loop 1, .015 ID on tubes 2, 4, & 5, 1.51 U
SST
V06003 GWK-AIV06003 Model 20 Sample Valve, Internal Loop, .010 ID on tube 4, SST, 1.51 U
(Standard)
V06005 GWK-AIV06005 Model 20, 2ul Internal Loop Valve 1.51 U
V08020 GWK-AIV08020 Model 20 Sample Valve, External Loop, SST, High Temperature 151 U
V08021 GWK-AIV08021 Model 20 Sample Valve, External Loop, Monel, High Temperature 151 U
V08022 GWK-AIV08022 Model 20 Sample Valve, External Loop, Hastelloy "C", High 151 U
Temperature
V08023 GWK-AIV08023 Model 20 Sample Valve, Internal Loop, 2 ul, SST, High Temperature 1.51 U
V08024 GWK-AIV08024 Model 20 Sample Valve, Internal Loop, 2 ul, Monel, High Temperature 1.51 U
V08025 GWK-AIV08025 Model 20 Sample Valve, Internal Loop, 2 ul, Hastelloy "C", High 1.51 U
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Model 20 Valve Parts
C04102 GWK-AIC04102 Model 20 Valve Cap, External Loop 2, 316 SST 0.24 U
C04103 GWK-AIC04103 Model 20 Valve Cap, External Loop 2, Monel K 0.24 U
C04104 GWK-AIC04104 Model 20 Valve Cap, External Loop 2, Hastelloy "C" 0.24 U
co4107 NN Model 20 Valve Cap Price not available U
(No longer available; contact factory.)
C04108 GWK-AIC04108 Model 20 Valve Cap, Capillary Tube, Monel K 0.24 U
C04109 NN Model 20 Valve Cap Price not available U
(No longer available; contact factory.)
Cc04112 GWK-AIC04112 Model 20 Valve Cap, External Loop , 316 SST 0.24 U
C04113 GWK-AIC04113 Model 20 Valve Cap, External Loop, Monel K 0.24 U
Cc04117 GWK-AIC04117 Model 20 Valve Cap, Internal Loop, 316 SST 0.24 U
Cc04118 GWK-AIC04118 Model 20 Valve Cap, Internal Loop, Monel K 0.24 U
C04119 GWK-AIC04119 Model 20 Valve Cap, Internal Loop, Hastelloy "C" 0.24 U
C04120 GWK-AIC04120 Model 20, 2ul Internal Loop Cap 0.24 U
C94020 GWK-AIC94020 Model 20 Valve Diaphragm Cushion Disc, Nomex ( 225°F-300°F) 0.05 U
D60900 GWK-AID60900 Model 20 Valve Teflon Seal Disc, 1.250 OD Solid ID, 5 mil Min. Qty. 50 0.05 U
D60901 GWK-AID60901 Model 20 Valve Diaphragm Cushion Disc, Dacron Min. Qty. 50 0.05 U
S10984 GWK-AIS10984 Model 20, Seal, Spring Loaded, (Graphite Fiber Filled Teflon) 0.05 U
S10996 GWK-AIS10996 Model 20, Seal, Spring Loaded Teflon 0.05 U
S10999 GWK-AIS10999 Model 20, Bal-Seal, Spring Loaded Teflon, (High Temperature) 0.05 U
S12010 GWK-AIS12010 Model 20, Valve, Seal Diaphragm Disc, Kapton, (Above 300°F) 0.05 U
034038 GWK-AIO34038 Model 20, Valve Silicone O-Ring, Size .038 2 5/8 ID 1/16 W 0.05 U
1532003-002 GWK-AI1532003-002 Model 20 Valve, Teflon Seal Disc, (PFA) 0.05 U
050223 GWK-AIO50223 Model 20, Valve Viton O-Ring, Size .223,15/8 ID x 1/8 W Min. Qty. 10 0.05 U
P56700 GWK-AIP56700 Model 20, Valve Plunger Min. Qty. 12 0.05 U
P56701 GWK-AIP56701 Model 20, Plunger Body Assembly 0.45 U
P33840 GWK-AIP33840 Model 20, Piston, Bottom Spring Loaded 0.44 U
P38001 GWK-AIP38001 Model 20, Air Loaded Piston 0.12 U
P38005 GWK-AIP38005 Model 20, Air Loaded Piston, High Temperature 0.12 U
B07770 GWK-AIBO7770 Model 20, Valve Piston, Bottom Spring Load 0.10 U
C52900 GWK-AIC52900 Model 20, Valve Clamp 0.04 U
V16034 GWK-AIV16034 Model 20, Belleville Washer, 2" OD x 1" ID x 0.034" thick, (Dish Min. Qty. 20 0.01 U
shaped)
B0O0060 GWK-AIB0O0060 Model 20, Valve Cylinder Base, (LC) 0.45 U
1631005-002 GWK-AI1631005-002 Torque Wrench, Micro -Torque, 30-80 Ib./in Calibrated Screwdriver U
Micrometer Adjustable, .250 inch male drive
1631005-701 GWK-AI1631005-701 Adapter for Torque Screwdriver, ¥2" Square Female drive to 5/32" hex 0.02 U

03- 2007 GC Spares, Master Global Price List (2006-07-03) No Price.xls

For O-Rings, See Model 11 section (V16038, V16040)

Valves; Page 8 of 19

Rev: (See above); Printed: 5/14/2007



Form Revision: 3 July 2006

Siemens Applied Automation
Gas Chromatograph
Master Spare Parts List

Part Number (US) Part Number (EU) Other Information Weight kg. SN & Kit Ann'l Min. Loc
Warr'y Qty Rate Qty
For Krytox Oil, see Model 11 section (074995)
For Krytox fluorinated grease, see Model 11 section (G87004)
For Fittings, see Accessories section (F36801, etc.)
Model 20 Repair Kits
K21000 GWK-AIK21000 Model 20, Valve Repair Kit 0.25 U
D60901 ~ Diaphragm Cushion Disc 14.00
D60900 ~ Diaphragm Seal Disc 7.00
V16038 "N O-Ring, size 010,0.240 X 0.070, Silicon Rubber 1.00
V16040 " O-Ring, size 133,1.810 X 3/32, Silicon Rubber 2.00
G87004 A Grease, Fluorinated, Krytox 240AC,2 OZ 1.00
074995 A Lubricant, Oil, Krytox 143 AY,2 OZ 1.00
K21021 GWK-AIK21021 Model 20, Valve "High Temperature" Repair Kit 0.65 U
C94020 A Cushion Diaphragm, Model 20HT, Nomex,5 mil, Natural 14.00
D60900 ~ Diaphragm Seal Disc 7.00
S10999 " Seal Spring Loaded Teflon 2.00
G87004 " Grease, Fluorinated, Krytox 240AC,2 OZ 1.00
074995 A Lubricant, Oil, Krytox 143 AY,2 OZ 1.00
A00145 " Adapter Bal-Seal Assembly 1.00
T11000 " Piston Assembly Guide (Model 20HT) 1.00
050223 " O-Ring, size 223,1 5/8 X 1/8, Viton 1.00
S10996 " Seal Spring Loaded Teflon 1.00
Valve Repairs
2000627-003R GWK-AI2000627-003R  Repair Model 11 valve number 2000627-003, monel U
2000627-004R GWK-AI2000627-004R  Repair Model 11 valve number 2000627-004, hastelloy U
2000627-006R GWK-AI2000627-006R  Repair Model 11 valve number 2000627-006, monel U
2000627-007R GWK-AI2000627-007R  Repair Model 11 valve number 2000627-007, hastelloy U
2000627-009R GWK-AI2000627-009R  Repair Model 11 valve number 2000627-009, monel U
2000627-010R GWK-AI2000627-010R  Repair Model 11 valve number 2000627-010, hastelloy U
2000627-011R GWK-AI2000627-011R  Repair Model 11 valve number 2000627-011 U
2000627-012R GWK-AI2000627-012R  Repair Model 11 valve number 2000627-012, monel U
2000627-013R GWK-AI2000627-013R  Repair Model 11 valve number 2000627-013, hastelloy U
2000627-015R GWK-AI2000627-015R  Repair Model 11 valve number 2000627-015 U
2000627-016R GWK-AI2000627-016R  Repair Model 11 valve number 2000627-016 U
2000627-025R GWK-AI2000627-025R  Repair Model 11 valve number 2000627-025 U
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V06001R GWK-AIVO6001R Repair Model 20 valve number V06001 U
V06002R GWK-AIV06002R Repair Model 20 valve number V06002 U
VO6003R GWK-AIVO6003R Repair Model 20 valve number V06003 U
V08020R GWK-AIV08020R Repair Model 20 valve number V08020 U
VO08021R GWK-AIV08021R Repair Model 20 valve number V08021 U
V08022R GWK-AIV08022R Repair Model 20 valve number V08022, hastelloy U
V08023R GWK-AIV08023R Repair Model 20 valve number V08023 U
V08024R GWK-AIV08024R Repair Model 20 valve number V08024 U
VO08025R GWK-AIV08025R Repair Model 20 valve number V08025, high temperature hastelloy U

Valco Valves

1671003-001 GWK-AI1671003-001 Valco Valve, 6 Port, 1/16" Fitting, Nitronic, 400 PSI, High Temp., 0.77 U
(ATCBWE)

1671003-002 GWK-AI1671003-002 Valco Valve, Dual 3-Way Air Operated, SST, (ATL6UWEAA) 0.87 U
1/8" Fitting, 400 PSI, High Temperature

1671003-004 GWK-AI1671003-004 Valco Valve, Dual 3-Way, .067 Port, Hastelloy C, (ATLEBUWEHCAA) 0.87 U

1/8" Fitting, 400 PSI High Temperature

1671003-005 GWK-AI1671003-005 Valco Valve, 6 Port, 1/16" Fittings 400 PSI, Hastelloy C, 0.77 U
(ATCB6WEHC)

1671003-006 GWK-AI1671003-006 Valco Valve, Air Operated 4 Port, Int. Loop, Hastelloy C, U
(ATC14WEHCAA.06/1)
0.06/1.0 ul High Temp., 400 PSI Liquid Inject, .06 Grove in use
Position

1671003-060 GWK-AI1671003-060 Valco Valve, Air Operated 10 Port,Hastelloy C, (Valco p/n 0.75 U
ATC10UWEHC)

1671003-008 GWK-AI1671003-008 Valco Valve, Air Operated 4 Port, Internal Loop, SST, (ATC14WE- 0.82 U
.06/0.1-AA)
0.06/0.1 ul High Temp., 400 PSI Liquid Inject, .06 Grove in use
Position

1671003-009 GWK-AI1671003-009 Valco Valve, Air Operated 4 Port, Int. Lp, Hastelloy C,(ATC14WEHC- U
.06/0.1-AA)
0.06/0.1 ul High Temp., 400 PSI Liquid Inject, .06 Grove in use
Position

1672003-001 GWK-AI1672003-001 Valco Valve, 2ul, 1000 PSI, Hastelloy C, 75°C, (AC14UWPHC2) 0.82 U
Rating for HF Applications

1672003-003 GWK-AI1672003-003 Valco Valve, with 6 Port Fused Silica Adapters and Actuator, U
(AAN6WT-ABB)
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Valco Parts
1671003-011 GWK-AI1671003-011 Valco Valve, "Body" 4 Port, with .06/0.1 ul Rotor, (DC14WE.06/.1) 0.12 U
1671003-010 GWK-AI1671003-010 Valco Valve, "Body" 6 Port, (DC6WE) U
1291500-018 GWK-AI1291500-018 Valco Valve, 4" Stand-Off, (4SOA) 0.18 U
1291500-017 GWK-AI1291500-017 Valco Stand-Off Fitting, 1.35 OD x .625 ID X .310 TK, Clamp Ring, 0.02 U
(CR3)
1675000-001 GWK-AI1675000-001 Valco Valve Repair Kit for #6 Capillary 6 Port valve 0.06 U
1675001-006 GWK-AI1675001-006 Valco Valve Pre-load Assembly for .06/.1 ul, (T5C10D) 0.04 U
converts Valco "W" series to high pressure, (3000 PSI)
1675001-002 GWK-AI1675001-002 Valco Valve "Rotor", 0.2/0.5 ul, Internal Loop, Valcon-E, 0.01 U
(SSAC14WE.2/.5AA)
for use in 1671003-003 & 006
1675001-004 GWK-AI1675001-004 Valco Valve "Rotor", Valcon-E, (SSAC6WE) 0.01 U
for use in 1671003-001 & 005
1675001-005 GWK-AI1675001-005 Valco Valve "Rotor", Dual 3-Way, Valcon-E, (SSAL6UWEAA) 0.01 U
for use in 1671003-002 & 004
1675001-015 GWK-AI1675001-015 Valco Valve "Rotor", 0.06/0.1ul, Valcon-E, (SSAC14WE.06/0.1AA) 0.01 U
for use in 1671003-008 & 009
MAT Liquid Injection Valves
V19680 GWK-AIV19680 MAT Valve Seals, Heater & Probe, (101 205) 3.36 U
1672001-002 GWK-AI1672001-002 MAT Valve, Glass Lined 0.25 ul, Hastelloy C-4 (101-650) 2.25 U
MAT Valve Parts
1530000-001 GWK-AI1530000-001 MAT Valve Seal Set, Ceramic Teflon PTEF (101 002-3) 0.17 U
1530000-002 GWK-AI1530000-002 MAT Valve Seal Set, Teflon PTFE, Unfilled (101 002-04) 0.17 U
1675001-010 GWK-AI1675001-010 MAT Valve Seal Set, 15% PTFE, Glass Filled, (101 002-06) 0.17 U
V19687 GWK-AIV19687 MAT Valve Seal Set, Rulon-J (3 Piece Set), (101 002-1) 0.17 U
1621002-001 GWK-AI1621002-001 MAT Valve Heater, 200 Watt, 200VAC, (010 032) 0.05 U
1621002-002 GWK-AI1621002-002 MAT Valve Heater, 200 Watt, 120VAC, (010 030) 0.03 U
P85125 GWK-AIP85125 MAT Valve, 3 Meg, Dual Temp.Control Probe, (Older Models) SF6A/T- 0.01 ]
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1622004-002 GWK-AI1622004-002 MAT Valve, RTD Probe, Length: 2.0" TOL.+/- .080" 0.04 U
Dia. .118", Tolerance +.00*1.052"/-.00*1.056", (010 037)
1675001-012 GWK-AI1675001-012 MAT Valve Gasket, (Pkg. = 10), (101 009) u
1675001-013 GWK-AI1675001-013 MAT Valve Spring Set (4 Pieces per pkg.), (101 013) U
V19692 GWK-AIV19692 MAT Valve O-Ring Set, (001 043) u
1675001-014 GWK-AI1675001-014 MAT Valve Pressure Plate, (101 003) U
1675001-016 GWK-AI1675001-016 MAT Valve Sample Connector, 1/8", (101 215) 0.03 u
1675001-017 GWK-AI1675001-017 MAT Valve Piston, (101 209) u
V19685 GWK-AIV19685 MAT Valve Stem, 0.25ul, Hastelloy "C-4", (101 202-025) 0.01 u
V19686 GWK-AIV19686 MAT Valve Stem, 2ul, Hastelloy "C4", (101 202-2) 0.01 U
V19688 GWK-AIV19688 MAT Valve Stem, 5ul, Hastelloy "C-4", (101 202-5) 0.01 u
V19689 GWK-AIV19689 MAT Valve Stem, 10ul, Hastelloy "C-4", (101 202-10) 0.01 U
V19690 GWK-AIV19690 MAT Valve Stem, 1.0 ul, Hastelloy "C-4", (101 202-1) 0.01 u
V19691 GWK-AIV19691 MAT Valve Stem, 0.5ul, Hastelloy "C-4", (101 202-05), Standard 0.01 U
1000108-001 GWK-AI1000108-001 MAT Valve 1/8" Sample Chamber, (101 001) u
1000041-001 GWK-AI1000041-001 MAT Valve Conduit, (101 238) u
1000182-001 GWK-AI1000182-001 MAT Valve Vaporizer Assembly, (101 207) u
1000040-001 GWK-AI1000040-001 MAT Valve Control Cylinder Assembly, (101 241) U
1000187-001 GWK-AI1000187-001 MAT Valve Adjusting Nut, (101 248) u
1000177-001 GWK-AI1000177-001 MAT Valve Mounting Kit, (101 087) u
1000178-001 GWK-AI1000178-001 MAT Valve Hook Spanner, (101 088) u
1000179-001 GWK-AI1000179-001 MAT Valve Wrench, (101 058) u
Siemens Diaphragm Injection and Backflush Valves
1900261-001 C79450-A3014-A1 Diaphragm 6 way injection valve C79450-A3014-A1 E
1900239-001 C79304-A3000-D7 Set: 20 Diaphragms and 8 plate springs for 6-way injection valve C79304-A3000-D7 E
1900125-001 C74402-A2244-A3 Diaphragm 2-way backflush valve C74402-A2244-A3 E
1900223-001 C79304-A3000-D11 Set: 10 Diaphragms and 4 cup springs for 2-way backflush valve C79304-A3000-D11 E
Slide vane rotary valve, up to 220°C
Use EU p/n C79211-A3022-B10 Slide vane (Valco) rotary valve, up to 220°C, complete oven-mounted C79211A3022B10 E
valve
Use EU p/n C79211-A3022-A4 Slide vane (Valco) rotary valve, complete with external housing C79211A3022A4 E
Use EU p/n C79304-A3000-D8 Set: 6 fittings for slide vane (Valco) rotary valve C79304A3000D8 E
Use EU p/n C79211-A3022-B12 Slide vane (Valco) rotary valve 220°C without pneumatic drive C79211A3022B12 E
Use EU p/n C79211-A3022-B13 Pneumatic drive for slide vane (Valco) rotary valve C79211A3022B13 E
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Sample Injector Modules
Use EU p/n C79211-A3002-A3 Liquid Injector Module , complete in external housing C79211A3002A3 E
Use EU p/n C79451-A3127-Al Gas injection module, diaphragm, complete in external housing C79451A3127A1 E
Use EU p/n C79304-A3000-C1 High temperature septum C79304A3000C1 E
1900156-001 C79211-A3002-C24 Gasket for septum head (used on gas module) C79211-A3002-C24 E
1900157-001 C79211-A3002-C48 Vaporizer tube, 1,5 mm C79211-A3002-C48 E
1900159-001 C79211-A3002-C58 Vaporizer tube, 1,9 mm C79211-A3002-C58 E
1900158-001 C79211-A3002-C49 Vaporizer tube, 1,9 mm, w/o constriction C79211-A3002-C49 E
Use EU p/n C79304-A3000-D40 Gaskets for vaporizer, set: 10 graphite gaskets and 10 aluminium C79304A3000D40 E
gaskets
Use EU p/n C79304-A3000-C48 Gasket for vaporizer, vespel C79304A3000C48 E
1900268-001 C79451-A3040-B160 Absorber C79451-A3040-B160 E
Live-T and Back-T Pneumatic Switch Components
1900256-001 C79450-A3012-B1 Capillary; Live-T-piece for columns [.D.= 0,2mm C79450-A3012-B1 0.02 E
1900257-001 C79450-A3012-B2 Capillary; Live-T-piece for columns I.D.= 0,25mm C79450-A3012-B2 0.02 E
1900258-001 C79450-A3012-B4 Capillary; Live-T-piece for columns I.D.= 0,32mm C79450-A3012-B4 0.02 E
1900259-001 C79450-A3012-B5 Capillary; Live-T-piece for columns I.D.= 0,53mm C79450-A3012-B5 0.02 E
1900115-001 C79450-A3012-C16 Gasket, LIVE-T-Piece, Polyamide C79450-A3012-C16 0.02 200 E
1901937-002 C79304-A3000-B10 Capillary; Back-T-piece C79304-A3000-B10 0.05 1.00 E
Use EU p/n C74304-A16-B321 Packed, 2mm; Live-T-piece for columns I.D.= 2mm C74304A16B321 E
Use EU p/n C74304-A16-B323 Packed, 2mm; Coupling capillary for Live-T-piece (Columns I.D. = C74304A16B323 E
2mm)
Use EU p/n C74304-A16-B293 Packed, 3mm; Live-T-piece for columns I.D.= 3mm C74304A16B293 E
Use EU p/n C74304-A16-B318 Packed, 3mm; Coupling capillary for Live-T-piece (Columns I.D. = C74304A16B318 E
3mm)
1900211-001 C79304-A3000-B7 Packed; Back-T-piece for columns 1.D.=1/8" C79304-A3000-B7 E
Use EU p/n C79304-A3000-B8 Packed; Back-T-piece for columns I.D.=4mm C79304A3000B8 E
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Use EU p/n C79451-A3364-B27-Z  SAA Liquid Injection Valve, Deep Injection, SS, ("Z"=0.4, 0.6, 1.5 or = C79451A3364B27 E
2.4 ul)

Use EU p/n C79451-A3364-B127-Z US-SAA Liquid Injection Valve, Deep Injection, SS, ("Z"=0.4, 0.6, 1.5 C79451A3364B127 E
or 2.4 ul)

Use EU p/n C79451-A3364-B25-Z  SAA Liquid Injection Valve, Deep Injection with Glass Liner SS C79451A3364B25 E
("2"'=0.4, 0.6, 1.5 or 2.4 ul)

Use EU p/n C79451-A3364-B125-Z US-SAA Liquid Injection Valve, Deep Injection with Glass Liner SS C79451A3364B125 E
("2"'=0.4, 0.6, 1.5 or 2.4 ul)

1901872-001 C79451-A3364-B27-0.6 SAA Liquid Injection Valve, Deep Injection, 0.6uL, SS, w/PTFE/Glass C79451-A3364-B27-0.6 E
seals

1901873-001 C79451-A3364-B27-1.2 SAA Liquid Injection Valve, Deep Injection, 1.2uL, SS, w/PTFE/Glass C79451-A3364-B27-1.2 E
seals

1901871-001 C79451-A3364-B27-2.5 SAA Liquid Injection Valve, Deep Injection, 2.5uL, SS, w/PTFE/Glass C79451-A3364-B27-2.5 E
seals

1901939-001 C79451-A3364-B127-0.6 US-SAA Liquid Injection Valve, Deep Injection, 0.6uL, 1/8", SS, C79451-A3364-B127-0.6 E
W/PTFE/Glass seals

1900378-001 C79451-A3364-B25-0.6 SAA Liquid Injection Valve, Deep Injection with Glass Liner, 0.6uL, C79451-A3364-B25-0.6 E
SS, W/PTFE/Glass seals

1901938-001 C79451-A3364-B125-0.6 US-SAA Liquid Injection Valve, Deep Injection with Glass Liner, C79451-A3364-B125-0.6 E
0.6uL, 1/8", SS, w/PTFE/Glass seals
Siemens Liquid Injection Valve - Standard - Cross
Hole

1900318-001 C79451-A3114-B28 Liquid Injector Valve, Standard, 1.0 ul, SS, w/PTFE/Glass seals C79451-A3114-B28 E
(for PGC x02 series; not for Maxum)

1900319-001 C79451-A3114-B33 SAA Liquid Injection Valve, Standard, 0.6 ul, SS, w/PTFE/Glass seals C79451-A3114-B33 E

Use EU p/n C79451-A3114-B133 US-SAA Liquid Injection Valve, Standard, 0.6 ul, 1/8" Connections, C79451A3114B13 E
SS, W/PTFE/Glass seals

1900320-001 C79451-A3114-B34 SAA Liquid Injection Valve, Standard, 2.4 ul, SS, w/PTFE/Glass seals C79451-A3114-B34 E

Use EU p/n C79451-A3114-B134 US-SAA Liquid Injection Valve, Standard, 2.4 ul, 1/8" Connections, C79451A3114B13 E
SS, W/PTFE Glass seals
Deep Injection Valve Parts

1900336-001 C79451-A3114-B47 SAA LIV Piston&Plunger, Groove, 0.6 ul, SS C79451-A3114-B47 E

1900337-001 C79451-A3114-B48 SAA LIV Piston&Plunger, Groove, 1.2 ul, SS C79451-A3114-B48 E
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1900338-001 C79451-A3114-B49 SAA LIV Piston&Plunger, Groove, 2.4 ul, SS C79451-A3114-B49 E

1900392-001 C79451-A3364-B44 SAA LIV Piston&Plunger, Notch, 0.4 ul, SS C79451-A3364-B44 E

1900397-001 C79451-A3364-C53 SAA LIV Plunger, Notch, 0.4 ul, SS C79451-A3364-C53 E

Use EU p/n C79451-A3364-B64 SAA LIV Piston&Plunger, Notch, 0.4 ul, Hastelloy C79451A3364B64 E

Use EU p/n C79451-A3364-B65 SAA LIV Piston&Plunger, Notch, 0.4 ul, Monel C79451A3364B65 E

Use EU p/n C79451-A3364-B58 SAA LIV Piston&Plunger, Groove, 0.6 ul, Hastelloy C79451A3364B58 E

Use EU p/n C79451-A3364-B59 SAA LIV Piston&Plunger, Groove, 1.2 ul, Hastelloy C79451A3364B59 E

Use EU p/n C79451-A3364-B60 SAA LIV Piston&Plunger, Groove, 2.4 ul, Hastelloy C79451A3364B60 E

Use EU p/n C79451-A3364-B61 SAA LIV Piston&Plunger, Groove, 0.6 ul, Monel C79451A3364B61 E

Use EU p/n C79451-A3364-B62 SAA LIV Piston&Plunger, Groove, 1.2 ul, Monel C79451A3364B62 E

Use EU p/n C79451-A3364-B63 SAA LIV Piston&Plunger, Groove, 2.4 ul, Monel C79451A3364B63 E

1900393-001 C79451-A3364-B45 SAA LIV Vaporizer, with Mounting Disk, Deep Injection, for Glass C79451-A3364-B45 E
Liner, SS

1901948-001 C79451-A3364-B145 US-SAA LIV Vaporizer, with Mounting Disk, Deep Injection, for Glass C79451-A3364-B145 E
Liner, M5, 1/16" tube, SS

1901931-001 C79451-A3114-B50 SAA LIV Vaporizer, with Mounting Disk, Deep Injection, M7x0.75, SS C79451-A3114-B50 E
(comes w/col connect)

1901949-001 C79451-A3114-B150 US-SAA LIV Vaporizer, with Mounting Disk, Standard & Deep C79451-A3114-B150 E
Injection, M7, 1/16" Car Tube, SS

1900396-001 C79451-A3364-C32 SAA LIV Column Connector, Deep Injector with Glass Liner, with Split C79451-A3364-C32 E
1.5mm tube, M5, SS

1901947-001 C79451-A3364-C132 US-SAA LIV Column Connector, Deep Injector with Glass Liner, with  C79451-A3364-C132 E
Split, M5, 1/16" split tube, SS

1901940-001 C79451-A3364-C31 SAA LIV Column Connector, Deep Injector with Glass Liner, M7x0.75, C79451-A3364-C31 E
SS

Use EU p/n C79451-A3364-C131 US-SAA LIV Column Connector, Deep Injector with Glass Liner, M5  C79451A3364C131 E

connection, SS
(use C31; see above.)

Use EU p/n C79451-A3364-B82 SAA LIV Column Connector Set, Deep Injector, M5, SS with Ferrules C79451A3364B82 E
Use EU p/n C79451-A3364-B83 SAA LIV Column Connector Set, Deep Injector, M7x0.75, SS with C79451A3364B83 E
Ferrules
Use EU p/n C79451-A3364-C27 SAA LIV Column Connector, Deep Injector, M5, SS C79451A3364C27 E
Use EU p/n C79451-A3364-C28 SAA LIV Column Connector, Deep Injector, M7x0.75, SS C79451A3364C28 E
1900079-001 C74304-A16-C186 SAA LIV Nut, Column Connector, Deep Injector, SS C74304-A16-C186 E
Use EU p/n C74304-A16-C252 SAA LIV Outer Ring, Column Connector, Deep Injector, SS C74304A16C252 E
Use EU p/n C74304-A16-C247 SAA LIV Back Ferrule, Column Connector, Deep Injector, SS C74304A16C247 E
Use EU p/n C74304-A16-C240 SAA LIV Graphite Seal, Column Connector, Deep Injector, SS C74304A16C240 E
Use EU p/n C79451-A3364-C125 SAA LIV Piston, Deep Injector, SS C79451A3364C125 E
1900308-001 C79451-A3114-B10 SAA LIV Piston Housing, Deep Injection, M7 Connections C79451-A3114-B10 E
1901950-001 C79451-A3114-B110 US-SAA LIV Piston Housing, Deep Injection, 1/8" Connections C79451-A3114-B110 E
Use EU p/n C79451-A3358-C344 SAA LIV Mushroom, Deep Injection LIV with Glass Liner, Aluminum  C79451A3358C344 E
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1901941-001 C79451-A3364-C123 SAA LIV Seal, Column Connector Deep Injector with Glass Liner, 6 C79451-A3364-C123 E
mm od, Graphite
1901942-001 C79451-A3364-C137 SAA LIV Outer Ring, Column Connector Deep Injector for Glass C79451-A3364-C137 E
Liner, SS (1 piece)
1901895-001 C79451-A3364-C30 SAA LIV Nut, Column Connector, Deep Injector with Glass Liner, SS C79451-A3364-C30 E
1900399-001 C79451-A3364-C67 SAA LIV Glass Liner, Deep Injection, Glass C79451-A3364-C67 E
2021001-001 GWK-AI2021001-001 US-SAA Gasket, mounting, for SLIV 0.05 1.00 1.00 U
Maxum Heater and Mounting Assembly for LIV
2021005-001 GWK-AI2021005-001 US-SAA SLIV Heater Block module, 115V, w/RTD and heater 3.00 1.00 1.00 U
element
2021005-002 GWK-AI2021005-002 US-SAA SLIV Heater Block module, 230V, w/RTD and heater 3.00 1.00 1.00 U
element
2021002-002 GWK-AI2021002-002 US-SAA SLIV Slotted Heater Block Adapter, Deep Inject 0.10 1.00 1.00 U
2021002-001 GWK-AI2021002-001 US-SAA SLIV Slotted Heater Block Adapter (for Cross-Hole Valve) 0.10 1.00 100 U
1621004-012 GWK-AI1621004-012 Heater cartridge for LIV and methanator, 1", 115V (Maxum II) 0.30 1.00 0.20 100 U
1621004-011 GWK-AI1621004-011 Heater cartridge for LIV, 1", 230V (Maxum II) 0.30 1.00 0.20 1.00 U
2021004-807 GWK-AI2021004-807 Kit to retro-install a Siemens LIV onto Optichrom Advance; 115vac, 2.00 U
Deep Inject, 0.6ul
2021005-001 " Heater block module, 115V, (LIV) 1.00
2021002-002 ~ Slotted heater block tube for LIV (glass stem) 1.00
1901939-001 N US-LIV, deep injection 0.6, stainless steel, 1/8" 1.00
1291006-057 A Connector, male; 3/8 x 9/16 -18, O-Seal 1.00
1312600-582 " Nut, jam; 9/16-18 hex, stainless steel 1.00
2020360-001 A Conduit for SLIV 1.00
1615000-003 A Tag, "HOT"; 3 1/2" x 5" 1.00
1222012-007 ~ Connector, recepticle; 3 position, 1x3, 25amp, ST. Male 1.00
1216000-023 A Connector, mini-Combicon; 8 Pin female plug 1.00
2017596-001 " Cable for sensor near heater 1.00
2017990-001 A Cable for FID-PECM Power 1.00
2021001-001 A LIV Mounting Gasket 1.00
2021004-808 GWK-AI2021004-808 Kit to retro-install a Siemens LIV onto Optichrom Advance; 230vac, 2.00 U
Deep Inject, 0.6ul
2021005-001 ~ Heater block module, 115V, (LIV) 1.00
2021002-002 ~ Slotted heater block tube for LIV (glass stem) 1.00
1901939-001 A US-LIV, deep injection 0.6, stainless steel, 1/8" 1.00
1291006-057 A Connector, male; 3/8 x 9/16 -18, O-Seal 1.00
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1312600-582 " Nut, jam; 9/16-18 hex, stainless steel 1.00
2020360-001 A Conduit for SLIV 1.00
1615000-003 A Tag, "HOT"; 3 1/2" x 5" 1.00
1222012-007 ~ Connector, recepticle; 3 position, 1x3, 25amp, ST. Male 1.00
1216000-023 A Connector, mini-Combicon; 8 Pin female plug 1.00
2017596-001 ~ Cable for sensor near heater 1.00
2017990-001 A Cable for FID-PECM Power 1.00
2021001-001 ~ LIV Mounting Gasket 1.00

Cross-Hole Valve Parts

1900322-001 C79451-A3114-B40 SAA LIV Piston&Plunger, Cross Hole, 0.6 ul, SS C79451-A3114-B40 E
1900328-001 C79451-A3114-B42 SAA LIV Piston&Plunger, Cross Hole, 1.2 ul, SS C79451-A3114-B42 E
1900329-001 C79451-A3114-B43 SAA LIV Piston&Plunger, Cross Hole, 2.4 ul, SS C79451-A3114-B43 E
1900330-001 C79451-A3114-B44 SAA LIV Piston&Plunger, Cross Hole, 5.3 ul, SS C79451-A3114-B44 E
1900333-001 C79451-A3114-B45 SAA LIV Piston&Plunger, Cross Hole, 9.5 ul, SS C79451-A3114-B45 E
1900379-001 C79451-A3364-B30 SAA LIV Piston&Plunger, Cross Hole, 0.6 ul, Sapphire C79451-A3364-B30 E
1900380-001 C79451-A3364-B31 SAA LIV Piston&Plunger, Cross Hole, 1.2 ul, Sapphire C79451-A3364-B31 E
1900381-001 C79451-A3364-B32 SAA LIV Piston&Plunger, Cross Hole, 2.4 ul, Sapphire C79451-A3364-B32 E
1900382-001 C79451-A3364-B33 SAA LIV Piston&Plunger, Cross Hole, 0.6 ul, Hastelloy C79451-A3364-B33 E
1900383-001 C79451-A3364-B34 SAA LIV Piston&Plunger, Cross Hole, 1.2 ul, Hastelloy C79451-A3364-B34 E
1900384-001 C79451-A3364-B35 SAA LIV Piston&Plunger, Cross Hole, 2.4 ul, Hastelloy C79451-A3364-B35 E
1900385-001 C79451-A3364-B36 SAA LIV Piston&Plunger, Cross Hole, 5.3 ul, Hastelloy C79451-A3364-B36 E
Use EU p/n C79451-A3364-B57 SAA LIV Piston&Plunger, Cross Hole, 9.5 ul, Hastelloy C79451A3364B57 E
1900386-001 C79451-A3364-B37 SAA LIV Piston&Plunger, Cross Hole, 0.6 ul, Monel C79451-A3364-B37 E
1900387-001 C79451-A3364-B38 SAA LIV Piston&Plunger, Cross Hole, 2.4 ul, Monel C79451-A3364-B38 E
Use EU p/n C79451-A3364-B55 SAA LIV Piston&Plunger, Cross Hole, 5.3 ul, Monel C79451A3364B55 E
Use EU p/n C79451-A3364-B56 SAA LIV Piston&Plunger, Cross Hole, 9.5 ul, Monel C79451A3364B56 E
1900388-001 C79451-A3364-B39 SAA LIV Piston&Plunger, Cross Hole, 1.2 ul, Zirconium Dioxide C79451-A3364-B39 E
1900389-001 C79451-A3364-B40 SAA LIV Piston&Plunger, Cross Hole, 2.4 ul, Zirconium Dioxide C79451-A3364-B40 E
1900331-001 C79451-A3114-B44X Piston, LIV, Cross Hole, 5.3 ul, Hasteloy C79451-A3114-B44X E
1900315-001 C79451-A3114-B26 SAA LIV Vaporizer, with Mounting Disk, Standard, M7x0.75, SS C79451-A3114-B26 E
Use EU p/n C79451-A3114-B126 US-SAA LIV Vaporizer, with Mounting Disk, Standard, M7, 1/16" C79451A3114B12 E

Tube, SS

(Use -B150; see above.)
Use EU p/n C79451-A3114-B150 US-SAA LIV Vaporizer, with Mounting Disk, Standard & Deep C79451A3114B15 E

Injection, M7, 1/16" Tube, SS
Use EU p/n C79451-A3364-B72 SAA LIV Vaporizer, with Mounting Disk, Standard, M7x0.75, Hastelloy C79451A3364B72 E
Use EU p/n C79451-A3364-B172 US-SAA LIV Vaporizer, with Mounting Disk, Standard, M7, 1/16" C79451A3364B172 E

Tube, Hastelloy
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Use EU p/n C79451-A3364-B73 SAA LIV Vaporizer, with Mounting Disk, Standard, M7x0.75, Monel C79451A3364B73 E
1901875-001 C79451-A3114-C4 SAA LIV Body, Standard, SS C79451-A3114-C4 E
Use EU p/n C79451-A3364-B80 SAA LIV Piston Housing, Standard, LIV, M7 Connections C79451A3364B80 E
Use EU p/n C79451-A3364-B180 US-SAA LIV Piston Housing, Standard, LIV, 1/8" Connections C79451A3364B180 E
Use EU p/n C79451-A3364-C124 SAA LIV Piston, Standard Injector, SS C79451A3364C124 E
General Liquid Injection Valve Parts
1900334-001 C79451-A3114-B46 Sample Passage, LIV, 1/8", SS C79451-A3114-B46 E
1900390-001 C79451-A3364-B41 Sample Passage, LIV, 1/8", Hasteloy C79451-A3364-B41 E
1900391-001 C79451-A3364-B42 Sample Passage, LIV, 1/8", Monel C79451-A3364-B42 E
1900235-001 C79304-A3000-D4 SAA LIV Seals, PTFE, virgin, 0-60 C (set of 20), C79304-A3000-D4 E
1900237-001 C79304-A3000-D5 SAA LIV Seals, PTFE/Glass (15%), 60-200 C (set of 20), C79304-A3000-D5 E
1900238-001 C79304-A3000-D6 SAA LIV Seals, PTFE/Ceramic (25%), 200-400 C (set of 20), C79304-A3000-D6 E
1900343-001 C79451-A3114-C1 SAA LIV Seal, PTFE/Glass (15%), 60-200 C - DEFAULT VALVE C79451-A3114-C1 E
SEAL
1900348-001 C79451-A3114-C33 SAA LIV Seal, PTFE/Glass (25%), 200-400 C C79451-A3114-C33 E
1900347-001 C79451-A3114-C32 SAA LIV Seal, PTFE, virgin, 0-60 C C79451-A3114-C32 E
1900398-001 C79451-A3364-C55 SAA LIV Seals, RULON "AR", 0-400 C C79451-A3364-C55 E
1900234-001 C79304-A3000-D3 SAA LIV O-Ring Kit (10 small, 20 large) C79304-A3000-D3 E
1900028-001 C71121-7100-A89 SAA LIV O-Ring, Large (23.4x3.53 mm) C71121-7100-A89 E
1900025-001 C71121-7100-A19 SAA LIV O-Ring, Small (5.28x1.78mm) C71121-Z100-A19 E
1900053-001 C74121-7136-G1 SAA LIV Bellville Spring,SS C74121-7136-G1 E
1901876-001 C79451-A3114-B7 SAA LIV Mounting Disk C79451-A3114-B7 E
1900047-001 F71451-A316-C79 SAA LIV Heat Seal Disk F71451-A316-C79 E
1900344-001 C79451-A3114-C2 SAA LIV Seal Tension Adjustment Piece C79451-A3114-C2 E
1901897-001 C79451-A3114-C3 SAA LIV Seal Tension Adjustment Nut C79451-A3114-C3 E
1900133-001 C74402-7955-A3 SAA LIV Cap & Spacer, Manual Injection, Aluminum C74402-2955-A3 E
Use EU p/n C79451-A3358-C47 SAA LIV Mushroom, Standard & Deep Injection LIV without Glass C79451A3358C47 E
Liner, Aluminum
1900215-001 C79304-A3000-C40 Gasket, 0.5 mm ID, Vespel C79304-A3000-C40 E
1900217-001 C79304-A3000-C41 Gasket, 0.7 mm ID, Vespel C79304-A3000-C41 E
1900218-001 C79304-A3000-C42 Gasket, 1.5 mm ID, Vespel C79304-A3000-C42 E
1900219-001 C79304-A3000-C43 Gasket, 2 mm ID, Vespel C79304-A3000-C43 E
1900220-001 C79304-A3000-C44 Gasket, 3 mm ID, Vespel C79304-A3000-C44 E
1532500-013 C79304-A3000-C46 Gasket, 3.2 mm ID, Vespel (Use with 1/8" OD tubing) C79304-A3000-C46 E
1900304-001 C79451-A3040-D96 Gasket, 0.5 mm, PTFE, for 3 piece ferrule system (set of 20) C79451-A3040-D96 E
1900699-001 C79451-A3040-D101 Gasket, 1.5mm, PTFE, for 3 piece ferrule system (set of 20) C79451-A3040-D101 E
1900700-001 C79451-A3040-D102 Gasket, 0.5-1.0mm, Graphite, for 3 piece ferrule system (set of 20) C79451-A3040-D102 E
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1900701-001 C79451-A3040-D103 Gasket, 1.5mm, Graphite, for 3 piece ferrule system (set of 20) C79451-A3040-D103 E
1900284-001 C79451-A3040-D104 Gasket, 2.0mm (1/16"), Graphite, for 3 piece ferrule system (set of 20) C79451-A3040-D104 E
1900285-001 C79451-A3040-D105 Gasket, 3.0mm (1/8"), Graphite, for 3 piece ferrule system (set of 20) C79451-A3040-D105 E
1900286-001 C79451-A3040-D106 Gasket, 4mm, Graphite, for 3 piece ferrule system (set of 20) C79451-A3040-D106 E
1900287-001 C79451-A3040-D108 Gasket, 6mm, Graphite, for 3 piece ferrule system (set of 20) C79451-A3040-D108 E
1900288-001 C79451-A3040-D109 Gasket, Detector, Graphite (set of 10) C79451-A3040-D109 E
1900289-001 C79451-A3040-D110 Gasket, Injector, Graphite (set of 10) C79451-A3040-D110 E
1900290-001 C79451-A3040-D111 Seal, Pressure Ring, 0.5mm, SS, for 3 piece ferrule system (set of 20) C79451-A3040-D111 E
1900703-001 C79451-A3040-D112 Seal, Pressure Ring, 1.0mm, SS, for 3 piece ferrule system (set of 20) C79451-A3040-D112 E
1900704-001 C79451-A3040-D113 Seal, Pressure Ring, 1.5mm, SS, for 3 piece ferrule system (set of 20) C79451-A3040-D113 E
1900293-001 C79451-A3040-D114 Seal, Pressure Ring, 2mm (1/16"), SS, for 3 piece ferrule system (set C79451-A3040-D114 E
of 20)
1900705-001 C79451-A3040-D115 Seal, Pressure Ring, 3mm (1/8"), SS, for 3 piece ferrule system (set C79451-A3040-D115 E
of 20)
1900295-001 C79451-A3040-D116 Seal, Pressure Ring, 4mm, SS, for 3 piece ferrule system (set of 20) C79451-A3040-D116 E
1900296-001 C79451-A3040-D118 Seal, Pressure Ring, 6mm, SS, for 3 piece ferrule system (set of 20) C79451-A3040-D118 E
1900706-001 C79451-A3040-D121 Outer Ring, 0.5-1.0mm, SS, for 3 piece ferrule system (set of 20) C79451-A3040-D121 E
1900707-001 C79451-A3040-D122 Outer Ring, 1.5mm (use for 1/16" & 1/8"), SS, for 3 piece ferrule C79451-A3040-D122 E
system (set of 20)
1900299-001 C79451-A3040-D123 Outer Ring, 4-6mm (¥4"), SS, for 3 piece ferrule system (set of 20) C79451-A3040-D123 E
1900708-001 C79451-A3040-D126 Nut (M5), 0.5-1.0mm, SS, (set of 10) C79451-A3040-D126 E
1900709-001 C79451-A3040-D127 Nut (M7), 1.5mm (use for 1/16" & 1/8"), SS, (set of 10) C79451-A3040-D127 E
1900302-001 C79451-A3040-D128 NUT,4 - /4", SS C79451-A3040-D128 E
1900508-001 W75085-C1011-X LIV temperature measuring resistor Pt100 W75085-C1011-X E
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R93083

R96025

R92400

R92883

R92973

R93073

R93084

R93093

R96000

R96010

R96020

R96100

S10503
$10504
S10511

S10512
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GWK-AIR93083

GWK-AIR96025

GWK-AIR92400

GWK-AIR92883

GWK-AIR92973

GWK-AIR93073

GWK-AIR93084

GWK-AIR93093

GWK-AIR96000

GWK-AIR96010

GWK-AIR96020

GWK-AIR96100

GWK-AIS10503
GWK-AIS10504
GWK-AIS10511

GWK-AIS10512

Sampling Systems
Rotameters

Rotameter, Vapor, Glass Tube, 1180 CC/min, Air, SST,

Wallace & Tiernan, (32DO83SSXX2), with Control Valve & Knob on
Inlet

Rotameter, Liquid, Armored Tube, 50 GPH, 400°F, Viton O-Rings for
Water

Wallace & Tiernan, (56120M12313XXX)

Rotameter, Liquid, Teflon Tube, 0-200 CC/Min, H20, %" with Needle
Valve

Mace, (961-2141-1), Panel Mount

Rotameter, Liquid, Glass Tube, 30 CC/Min, Viton O-Rings

Wallace & Tiernan, (30B083SSXXX)

Rotameter, Vapor, 3" Glass Tube, 0-100% Air, 472 CC/min,Viton O-
Rings

Wallace & Tiernan, (30D073SSXXX)

Rotameter, Vapor, 3"Gls Tube,472 CC/Min,,Viton O-Rings

W&T, (32D0O73SSXX2),Control Valve at Inlet/OutletSST Frame & End
Ftgs

Rotameter, Vapor,Glass Tube,1180 CC/Min, Mod.,NP-2300
nut,Kalrez, Hi Temp

Wallace & Tiernan, (NPXB-107)

Rotameter, Vapor, Glass Tube, 2830 CC/Min, Water

Wallace & Tiernan, (32D093SSXX2)

Rotameter, Liquid, Glass Tube, 1500 CC/Min,

Wallace & Tiernan, (34C143SSXX2)

Rotameter, Liquid, Armored Tube, 120 GPH

Wallace & Tiernan, (5120M12332-XXL)

Rotameter, Liquid, Armored Tube, 16 GPH, SST, Teflon O-Rings,
400°F

Wallace & Tiernan, (5120M12312XXK)

Rotameter, Vapor, Glass Tube, 12 SCFH, Viton O-rings, SST Fittings
& Float,

Wallace & Tiernan, (32E101SSXX2)

Rotameter Assembly, Vapor, SSA-1st Bypass with Hoke Filter
Rotameter Assembly, Vapor, SSA-2nd Bypass with Hoke Filter
Rotameter Assembly, Vapor, Glass Tube, 472 SCCM, SSA Analyzer
Flow

Rotameter Assembly, Liquid, Glass Tube, 30 SCCM, Kalrez O-rings

Sampling Systems; Page 1 of 14

0.35

1.24

2.00

0.30

0.28

0.35

0.35

0.35

0.35

2.15

3.00

0.32

0.65
0.65
0.39

0.50
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S10516 GWK-AIS10516 Rotameter Assembly, Vapor, Glass Tube, SSA-1st Bypass without 0.43 ]
Filter

2015530-001 GWK-AI2015530-001 Rotameter Assembly, Liquid, Glass Tube, 30 SCCM, SST, Kalrez O- 0.36 U
Rings

1463000-001 GWK-AI1463000-001 Rotameter, Vapor, 3" Scale Glass Tube, 30 SCCM, Stainless Steel 0.28 U
Wallace & Tiernan, (30D013-SSXXX)

1463000-005 GWK-AI1463000-005 Rotameter, Armored Tube, Size 2, 60 SCCM, Teflon O-Rings, 0.86 U
Water
Brooks, (3750A 2BAD1A1A)

1463000-006 GWK-AI1463000-006 Rotameter, Liquid, Armored Tube, 100 Gph/420 SCFH 1.24 U
SST Body, Teflon O-Rings, Wallace & Tiernan, (5120M12314XXL)

1463000-007 GWK-AI1463000-007 Rotameter, Liquid, Armored Tube, 20 SCCM, SST Body, Teflon O- 0.92 U
Rings

1463000-008 GWK-AI1463000-008 Rotameter, Liquid,Glass Tube,30 CC/Min, SST,Viton O-Rings, 0.36 U
Wallace & Tiernan, (32B083S1XX3), Outlet Control Valve

1463000-023 GWK-AI1463000-023 Rotameter, Liquid Armored, 106 Gph, Vertical, SST, Max. Temp. 0.63 U
300°F
Max. Pressure: 1450 PSIG, Fisher/Porter, (Model-
10A3225CA2A0A1IM1)
800A682U01

1463000-024 GWK-AI1463000-024 Rotameter, Liquid Armored, 160 Gph, Vertical, SST, Max. Temp. 0.64 U
300°F
Max. Pressure: 1450 PSIG, Fisher/Porter, (Model-
10A3225CA2A0A1M1)
800A682U02

1463000-027 GWK-AI1463000-027 Rotameter, Liquid Armored, 26 CC/MIN, Vertical, SST, Kalrez O-rings 0.51 U
with Outlet Valve, D.R. scale, Max. Temp. 300°F, Max. Pressure:
1450 PSIG
Fisher/Porter, (Model-10A3220CMZAOA1AL)
800A682U03

1463000-028 GWK-AI1463000-028 Rotameter, Liquid Armored, 67 cc/min, Vertical, SST, Kalrez O-rings 0.53 U

with Outlet Valve, D.R. scale, Max. Temp. 300°F, Max. Pressure:
1450 PSIG

Fisher/Porter, (Model -10A3220CMZA0A1A1)

800A682U04
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1463000-025

1463000-026

1463000-038

1463000-039

1463000-040

1463000-042

1463000-041

1463000-043

GWK-AI1463000-025

GWK-AI1463000-026

GWK-AI1463000-038

GWK-AI1463000-039

GWK-AI1463000-040

GWK-AI1463000-042

GWK-AI1463000-041

GWK-AI1463000-043

Rotameter, Liquid Armored, 29 cc/min, Vertical, Glass Tube, Kalrez O- 0.51
rings

with Outlet Valve, D.R. scale, Max. Temp. 250°F, Max. Pressure: 250

PSIG

Fisher/Porter, (Model -10A6131MB1ZX00AAEXB1B3AB)

800A681U09

Rotameter, Liquid Armored, 90 cc/min, Vertical, Glass Tube, Kalrez O- 0.51
rings

with Outlet Valve, D.R. scale, Max. Temp. 250°F, Max. Pressure: 250

PSIG

Fisher/Porter, (Model -10A6131MB1ZX00AAEXB1B3EB)

800A681U10

Sampling System Parts

Rotameter, Float, 1/8" Black Glass, Model-1/8"-BG
with tube-1/8-08, 520 cc vapor: 8.0 cc Liquid

with tube-1/8-20, 2,100 cc vapor: 48 cc liquid
Fisher/Porter, (303F008G41)

Rotameter, Float, 1/8" Sapphire, Model-1/8"-SA
with tube-1/8-08, 520 cc vapor: 8.0 cc Liquid

with tube-1/8-20, 2,100 cc vapor: 48 cc liquid
Fisher/Porter, (303F009F40)

Rotameter, Float, 1/8" Stainless Steel, Model-1/8"-SS
with tube-1/8-08, 900 cc vapor: 20 cc Liquid

with tube-1/8-20, 3,200 cc vapor: 90 cc liquid
Fisher/Porter, (303F010T60)

Rotameter, Float, 1/8" Tantalum, Model-1/8"-TA
with tube-1/8-08, 1,450 cc vapor: 38 cc Liquid

with tube-1/8-20, 4,800 cc vapor: 150 cc liquid
Fisher/Porter, (303F011W10)

Rotameter, Float, 1/8" Carbolloy, Model-1/8"-CA
with tube-1/8-08, 1,350 cc vapor: 32 cc Liquid

with tube-1/8-20, 4400 cc vapor: 140 cc liquid
Fisher/Porter, (303F011W35)

Rotameter, Float, ¥4" Constant Den., Model-%"-CD
with tube-%4-15, 6,500 cc vapor: 130 cc Liquid

with tube-¥4"-20, 10,000 cc vapor: 220 cc liquid
Fisher/Porter, (303F015G42)
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1463000-044 GWK-AI1463000-044 Rotameter, Float, ¥2" Black Glass, Model-¥2"-BG U
with tube-¥2-15, 7,000 cc vapor: 150 cc Liquid
with tube-%4"-20, 10,500 cc vapor: 240 cc liquid
Fisher/Porter, (303F016G41)
1463000-045 GWK-AI1463000-045 Rotameter, Float, %" Sapphire, Model-¥2"-SA U
with tube-¥-15, 9,000 cc vapor: 230 cc Liquid
with tube-%4"-20, 13,000 cc vapor: 360 cc liquid
Fisher/Porter, (303F017F40)
1463000-046 GWK-AI1463000-046 Rotameter, Float, ¥4" Stainless Steel, Model-¥4"-SS U
with tube-¥2-08, 13,000 cc vapor: 400 cc Liquid
with tube-%4-20, 19,000 cc vapor: 580 cc liquid
Fisher/Porter, (303F018T60)
1463000-048 GWK-AI1463000-048 Rotameter, Float, ¥2" Tantalum, Model-%4"-TA U
with tube-¥2-08, 19,000 cc vapor: 600 cc Liquid
with tube-%4-20, 27,000 cc vapor: 900 cc liquid
Fisher/Porter, (303F019W10)
1463000-047 GWK-AI1463000-047 Rotameter, Float, %" Carbolloy, Model-¥2"-CA U
with tube-¥2-08, 18,000 cc vapor: 580 cc Liquid
with tube-%4-20, 25,000 cc vapor: 850 cc liquid
Fisher/Porter, (303F019W35)
R96800 GWK-AIR96800 Rotameter Float, 1/16" Sapphire, (W&T-P43118) U
R97001 GWK-AIR97001 Rotameter Float, 1/16" Black Glass, (W&T-NPXA-149) U
R97004 GWK-AIR97004 Rotameter Float, 3/16" Stainless Steel, (W&T-P-34665) U
R96930 GWK-AIR96930 Rotameter Float, 5/16" Stainless Steel, (W&T-NP-300) U
R97000 GWK-AIR97000 Rotameter Float, 1/8" Black Glass, Vapor/Liquid, (W&T-NPXA0148) U
R97002 GWK-AIR97002 Rotameter Float, 1/16" Stainless Steel, Vapor/Liquid, (W&T-NP-301) U
R97005 GWK-AIR97005 Rotameter Float, 1/8" Stainless Steel, Vapor/Liquid, (W&T-P-36605) U
R97006 GWK-AIR97006 Rotameter Float, ¥4" Stainless Steel, (W&T-NP-299) U
1463000-056 GWK-AI1463000-056 Rotameter, White backing for 3" glass tube meters, Plastic U
Fisher/Porter, (331C062U01)
1463000-055 GWK-AI1463000-055 Rotameter, Shield, for 3" tube meters, Plastic 0.02 U
Fisher/Porter, (351C193U01)
1463000-033 GWK-AI1463000-033 Rotameter, Tube, Glass % scale for 1/8" float, BF&P 0.01 U
Fisher/Porter, (448D001U01)
1463000-029 GWK-AI1463000-029 Rotameter, Tube, Glass 380 cc/min vapor for 1/8" Black Glass float 0.01 U
Model-FP-1/8-08-P3, Fisher/Porter (448D001U03)
1463000-034 GWK-AI1463000-034 Rotameter, Tube, Glass % scale for 1/8"-20 float 0.01 U
Fisher/Porter, (448D002U01)
R97047 GWK-AIR97047 Rotameter Tube, Glass, 30 SCCM, Liquid, (W&T-NPXF-142) 0.02 U
R97050 GWK-AIR97050 Rotameter Tube, Glass, 0-472/1180, Vapor, (W&T-NPXG-142) 0.02 U
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R97070 GWK-AIR97070 Rotameter Tube, Glass, 2830 SCFH, Vapor, (W&T NPXG-143) 0.02 U
R97075 GWK-AIR97075 Rotameter Tube, Glass, 20/36 SCFH, (W&T NPXG-144) 0.02 U
R97020 GWK-AIR97020 Rotameter Tube, Glass, 30 XCCM, Vapor, (W&T-NPXP-1413) 0.01 U
R97045 GWK-AIR97045 Rotameter Tube, Glass, 2.5 SCFH, (W&T NPXD-142) 0.01 U
R96500 GWK-AIR96500 Rotameter Tube, Retainer, SST for Glass Tubes,(W&T-NPXA-107- 0.01 U
316)
R96501 GWK-AIR96501 Rotameter Tube, Retainer, Kynar for Glass Tubes, (W&T-NPXA-107) 0.01 U
2013646-001 GWK-AI2013646-001 Rotameter Mounting Bracket, W&T, Aluminum 0.20 U
2013646-002 GWK-AI2013646-002 Rotameter Mounting Bracket, W&T, Stainless Steel 0.05 U
2013649-002 GWK-AI2013649-002 Armored Rotameter Mounting Bracket, Swirlklean Stainless Steel 0.20 U
2013652-001 GWK-AI2013652-001 Rotameter Bracket, (Advance Water Analyzer) 0.14 U
2015572-001 GWK-AI2015572-001 Mounting Bracket for BF&P Rotameters 0.16 U
B15170 GWK-AIB15170 Mounting Bracket for Armored Rotameters (Sample System) 0.01 U
R90600 GWK-AIR90600 Rotameter, Mounting Wing Nut, fits ¥2" NPT, (Brooks-1555) 0.01 U
R97009 GWK-AIR97009 Rotameter Nut, Modified, (W&T NP-2300) 0.02 U
R97008 GWK-AIR97008 Rotameter Nut, Kynar, (W&T-NP-1597) 0.01 U
034000 GWK-AIO34000 Rotameter O-Ring, Kalrez, Size - .006, 1/8"IDx¥4"ODx1/16"W 0.02 U
033950 GWK-AIO33950 Rotameter O-Ring, Kalrez, Size - .009, 7/32"IDx1/16"N, (CVK) 0.02 U
034004 GWK-AIO34004 Rotameter O-Ring, Kalrez, Size - .010, ¥2"IDx3/8"ODx1/16"W 0.02 U
039013 GWK-AIO39013 Rotameter O-Ring, Viton, Size - .013, 7/16"IDx9/16"ODx 1/16"W Min. Qty. 10 0.02 U
S10513 GWK-AIS10513 Rotameter, Box SSA-Electric Heater Assembly, 120 Volt, 120 Watt 4.54 U

For Viton O-Ring, see also Optichrom TCD section (039006)
For Viton O-Ring, see also Optichrom FID section (O39010)

Miscellaneous Valves and Accessories

A50048 GWK-AIA50048 Nupro Valve Screwdriver Guide 0.01 U

V20001 GWK-AIV20001 Valve, Needle Flow Control, Nupro (B-SS2-A-OJ-SL), Brass 0.09 U

V20100 GWK-AIV20100 Valve, Metering, Nupro, 1/8" NPT Inlet 1/8" Tube Outlet, (B-SM2-S2- 0.09 U
A), Brass

1674001-005 GWK-AI1674001-005 Valve, Metering, Nupro, Straight Pattern, 1/8" Inlet/Outlet, (SS-SS2- 0.08 U
OH-SL)

V20600 GWK-AIV20600 Valve, Check, Nupro, 100 PSI, ¥" Tube In & Out, (SS-4C-100) 0.09 U

V20602 GWK-AIV20602 Valve, Pressure Relief, Nupro, 50-150 PSI (SS-4CA-50) U

V20395 GWK-AIV20395 Valve, Pressure Relief, Nupro, 1/3 PSIG, 1/" T End Connection, (SS- 0.07 U
2C-1/3)

1676500-002 GWK-AI1676500-002 Valve, Pressure Relief, Nupro, 1/3 PSIG, ¥" Tube End Connection, 0.06 U
(SS-4C-1/3)

1676500-001 GWK-AI1676500-001 Valve, Pressure Relief, Nupro, 3-50 PSI, Adjustable, (SS-4CA-3) 0.09 U
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1671100-001 GWK-AI1671100-001 Valve, Pressure Relief, Nupro, 150-350 PSI, with ¥4" Fittings, (SS-4CA- 0.09 U
150)
1671100-101 GWK-AI1671100-101 Valve, Pressure Relief, Nupro, without spring kit, %2" Inlet/Outlet, (SS- 0.25 U
4R3A-MO)
1671100-701 GWK-AI1671100-701 Valve, Pressure Relief Spring Kit, Nupro, 50-350 PSI, (177-R3A-K1- 0.02 U
A)
1671100-702 GWK-AI1671100-702 Valve, Pressure Relief Spring Kit, Nupro, 350-750 PSI, (177-R3A-K1- 0.01 U
B)
V20830 GWK-AIV20830 Valve, Ball, Whitey, Reinforced Teflon Seat, (SS-63TF8) 0.75 U
1671005-201 GWK-AI1671005-201 Valve, Ball, 2-Way, Whitey, 3/8" Inlet & Outlet, SST, (SS-62TS6) 0.36 U
1671005-101 GWK-AI1671005-101 Valve, Ball, Multi Purpose, Whitey, 3/8" Inlet & Outlet, SST, (SS- 0.31 U
62TS6)
1671005-601 GWK-AI1671005-601 Valve, Ball, 3-Way, Whitey, 3/8" T x ¥4" FNPT, SST, (SS-62XT-S6-F4) 0.42 U
V60004 GWK-AIV60004 Valve, Ball, 2-Way, Whitey, ¥2"T Inlet & Outlet, SST, (SS-43S4) 0.16 U
V60204 GWK-AIV60204 Valve, Ball, 3-Way, Whitey, ¥%"T Inlet & Outlet, SST, (SS-43XS4) 0.19 U
V82081 GWK-AIV82081 Valve, Ball, 3-Way, Whitey, %", SST (SS-83XT-F4) 0.37 U
1671005-302 GWK-AI1671005-302 Valve, Ball, Straight Pattern, Whitey, 1/8" Inlet & Outlet, (SS-41TS2) 0.11 U
V82050 GWK-AIV82050 Valve, Ball, Whitey, 1/8" Inlet & Outlet, (SS-41S2) 0.09 U
1671005-301 GWK-AI1671005-301 Valve, Ball, 3-Way, Whitey, ¥4", SST, (SS-41XTS) 0.10 U
1670000-002 GWK-AI1670000-002 Valve, Ball, 2-Way, Whitey, %", SST, (SS-45S8) 0.85 U
1671005-401 GWK-AI1671005-401 Valve, Ball, 2-Way, Whitey, %", SST, (SS-63TS8) 0.85 U
V86000 GWK-AIV86000 Valve, Ball, Air Operated Ball, Whitey, Spring Return, 90° Rotation, 0.78 U
(MS-131SR)
1670000-001 GWK-AI1670000-001 Valve, Ball, Multi Port, 316 SST, Whitey, (SS-43ZF2-049) 0.34 U
1672003-002 GWK-AI1672003-002 Valve, Ball, Whitey, On/Off, .187 orifice x 3/8", SST, (SS-43S6) 0.18 U
V85095 GWK-AIV85095 Valve, Air Operated, Whitey, Monel, (M-92F2-A-O) 0.23 U
V82071 GWK-AIV82071 Valve, Air Actuator, Whitey, 180° Double Acting, (MS-151-DA-HT) 0.58 U
1671005-001 GWK-AI1671005-001 Valve, Needle, Whitey, 3/8" Inlet & Outlet, SST, (SS-26VF6) 0.48 U
1674000-035 GWK-AI1674000-035 Valve, Regulating, Whitey, 3/8" Inlet & Outlet, SST, (SS-1RS6) 0.29 U
1671005-410 GWK-AI1671005-410 Valve, Air Operated, N.C., T2B1, Viton 0.60 U
1671005-501 GWK-AI1671005-501 Valve, Regulating, Whitey, .25 orifice x %2", SST, (SS-1RS8) 0.31 U
1671005-502 GWK-AI1671005-502 Valve, Regulating, Whitey, .375 orifice x ¥2", SST, (SS-18RS8) 0.63 U
V70025 GWK-AIV70025 Valve, Shut-Off, Whitey, %" Inlet, ¥"Outlet, SST, (SS-1VM4-S4) 0.13 U
V70200 GWK-AIV70200 Valve, Shut-Off, Whitey, %" Inlet & Outlet, Monel, (M-1VS4) 0.13 U
V81400 GWK-AIV81400 Valve, Shut-Off, Whitey, %" Inlet & Outlet, SST, (SS-1RS4) 0.13 U
V70250 GWK-AIV70250 Valve, Shut-Off, Whitey, %" Inlet & Outlet, SST, (SS-1VS4) 0.13 U
V70600 GWK-AIV70600 Valve, Shut-Off, Whitey, 2" Inlet & Outlet, SST, (SS-1VS8) 0.32 U
V80100 GWK-AIV80100 Valve, Shut-Off, Whitey, 1/8" Inlet & Outlet, SST, (SS-ORM2-S2) 0.08 U
V80300 GWK-AIV80300 Valve, Shut-Off, Whitey, 1/8" Inlet & Outlet, SST, (SS-ORS2) 0.08 U
V80301 GWK-AIV80301 Valve, Shut-Off, Whitey, 1/8" Inlet & Outlet, Monel, (M-ORS2) 0.09 U
V70550 GWK-AIV70550 Valve, Shut-Off, Whitey, 3/8" Inlet & Outlet, SST, (SS-1VS6) 0.29 U
V83025 GWK-AIV83025 Valve, Shut-Off, Whitey, 3/8" Inlet & Outlet, Monel, (M-1VS6) 0.29 U
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V86006 GWK-AIV86006 Valve, Mounting Kit, Whitey, (MS-MB-43) 0.20 U
V30701 GWK-AIV30701 Valve, Plungers, Teflon, Peter Paul, (26TT-16) 0.05 U
V30703 GWK-AIV30703 Valve, Plungers, Viton, Peter Paul, (2611-16) 0.05 U
V30702 GWK-AIV30702 Valve, Body, Teflon Seals, Peter Paul, (20-1310) 0.20 U
V30710 GWK-AIV30710 Valve, Coil, High Temperature 356°F, Peter Paul, (2C-418-D24) 0.13 U
V30900 GWK-AIV30900 Valve, Solenoid, 2/way, (Air Monitor) Peter Paul, (E22N9DCCM) 0.71 U
V31006 GWK-AIV31006 Valve, Solenoid Valve, Teflon Seat, High Temp., Peter Paul, 0.71 U
(E26X00150CH-115DC)
2000733-003 GWK-AI2000733-003 Complete stream switching assembly (with 3 V31006 solenoids for 2 5.00 U
streams)
V31010 GWK-AIV31010 Valve, Solenoid Valve, Viton Seat, High Temp., Peter Paul, 0.70 U
(E26X00280CH-115DC)
V30500 GWK-AIV30500 Valve, Repair Kit, Peter Paul, (2K31-V) 0.30 U
V50205 GWK-AIV50205 Valve, Solenoid, 3/way, NC, 100 VAC, 50/60 Hz, 7W, Skinner, 0.17 U
(B13DK150AB6ACT7)
V52100 GWK-AIV52100 Valve, Kit of O-rings & fittings for V50600, Skinner (MB-60-S003) 0.01 U
1673000-001 GWK-AI1673000-001 Valve, 3-Way, Pneumatic, Versa Valve, Viton Seals, 316 SST 1.00 U
Pilot open, N/C, (Modified For Dimethalsiloxane Lube), (BSP-3308-
S17704)
1673000-002 GWK-AI1673000-002 Valve, 3-Way, Pneumatic, Versa Valve, Kalrez Seals, 316 SST 1.00 U
Pilot open, N/C, (Modified For Dimethalsiloxane Lube),
(BSP-3308-316-S17712)
2015512-002 GWK-AI2015512-002 Versa Valve Assembly, 2-valve with fittings, Viton seals 3.50 U
2015512-004 GWK-AI2015512-004 Versa Valve Assembly, 2-valve with fittings, Kalrez seals 3.50 U
1671006-002 GWK-AI1671006-002 Valve, Steam Control, Ambient Sensing, (3/8/8TV/SC-AP 125SS) 0.22 U
V20700 GWK-AIV20700 Valve, Fisher, Pressure Relief, 7 PSI Max. Inlet, (289L-21) 0.63 U
V19200 GWK-AIV19200 Operator Valve, (Steam Heat Coil), Honeywell, (MP953C1018) 1.00 U
V19210 GWK-AIV19210 Valve, ¥2" 0.63CV, 150 LB., (Steam Heat Coil), Honeywell, (V5011G- 1.35 U
1145)
V19350 GWK-AIV19350 Valve, Micro Instruments, Pop-It Model (MV316F1B/2489) 0.07 U
V20503 GWK-AIV20503 Valve, Spring 1/3 Lb. Nupro (302-4C-K2-1/3) 0.25 U
1676500-003 GWK-AI1676500-003 Valve, Check, Nupro #SS-4C-50 0.25 U
2015579-001 GWK-AI2015579-001 Regulator and guage assembly; with relief valve, unheated, 50# 1.50 U
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1461003-001 GWK-AI1461003-001 Regulator,Back Pressure, 0-100 PSI,Pre-Set to 30 PSI. 1/16" T,(K- 0.70 U
100-30)

1461003-005 GWK-AI1461003-005 Regulator, Conoflow Ratio or Booster Relay, 1.3 Ration, 50 PSI Outlet 0.67 U

R40812 GWK-AIR40812 Pressure Regulator, Adjustable Pressure Control Valve 0.90 U
Outlet 0-250 PSIG, Inlet Max 3000 PSIG, Max Temp 275°F, (Liquid)

S10499 GWK-AIS10499 Regulator Assembly, with Gauge and Relief VValve, 0-100 PSI 1.17 ]

2013674-002 GWK-AI2013674-002 Regulator, Bracket, for Cabinet Mounting, of GO & Millaflow 0.07 U
Regulators
Sample Stream Gauges

1465000-006 GWK-AI1465000-006 Gauge 2 % Dial, Dual PSI/kPa, 0-400 PSI, Glass Lens, SST 0.20 U
4" MNPT Center Back Mount, SST Bourdon Tube

1465009-001 GWK-AI1465009-001 Compound Gauge, 2" Dial, Dual PSI/kPa, 30" HG-0-30 PSI 0.13 U
Glass Lens, ¥4" NPT Center Back Connection

1465002-016 GWK-AI1465002-016 Gauge, 2.5" Dial, Dual PSlI/kPa, 1/8" CB Panel, 0-230 PSI 0.20 U
Polycarbonate Lens, 1/8" NPT Center Back Connection, Brass
Replacement for G73060

1465002-017 GWK-AI1465002-017 Gauge, 2.5" Dial, Dual PSI/kPa, 1/8" CB Panel, 0-120 PSI 0.20 U
Polycarbonate Lens, 1/8" NPT Center Back Connection, Brass
Replacement for G73050

G69900 GWK-AIG69900 Pressure Gauge, 2-%2" Dial, Dual, PSl/kPa , 0-100 PSI, Glass Lens 0.16 U
¥4" MNPT Bottom Conn., Temp Range 200 °, (Working) Vapor

G70000 GWK-AIG70000 Pressure Gauge, 2-%2" Dial, Dual, PSI/kPa, 0-160 PSI, Glass Lens 0.15 U
2" MNPT Bottom Conn., Temp Range 200 °, (Working)

G70120 GWK-AIG70120 Pressure Gauge, 2-%2" Dial, Dual, PSI/kPa, 0-200 PSI, Glass Lens 0.16 U
¥4" MNPT Bottom Conn., Temp Range 200 °, (Working)

G70130 GWK-AIG70130 Pressure Gauge, 2-%2" Dial, Dual, PSI/kPa , 0-400 PSI, Glass Lens 0.16 U
2" MNPT Bottom Conn., Temp Range 200 °C, (Working)

G70150 GWK-AIG70150 Pressure Gauge, 2-¥2" Dial, Dual, PSI/kPa , 0-1000 PSI, Glass Lens 0.16 U
¥4" MNPT Bottom Conn., Temp Range 200 °C, (Working)

G70152 GWK-AIG70152 Dry Gauge, 2-%2" Dial, Dual Scale, 0-600 PSIG, 0-4000 kPa 0.21 U

2" NPT Lower Back Panel Mount with Mounting Clamp Connection
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G70153 GWK-AIG70153 Dry Gauge, 2-%2" Dial, Dual PSI/kPa, 0-100 PSIG, Bourdon tube, Oil 0.21 U
Free
¥4" NPT Lower Back Conn. Flange Ring, Panel Mount
G70160 GWK-AIG70160 Dry Gauge, 2-%2" Dial, Dual PSl/kPa, 0-2000 PSIG, Bourdon tube, Qil 0.20 U
Free
2" NPT Lower Back Conn., Flange Ring Panel Mount
G73028 GWK-AIG73028 Dry Gauge, 2-%2" Dial, Dual PSI/kPa, 0-15 Lb., Brass, 1/8"NPT CBM 0.20 U
G73030 GWK-AIG73030 Dry Gauge, 2-%2" Dial, Dual PSI/kPa, 0-30 Lb., Brass, 1/8"NPT CBM 0.20 U
G73040 GWK-AIG73040 Dry Gauge, 2-%2" Dial, Dual PSI/kPa, 0-60 Lb., Brass, 1/8"NPT CBM 0.20 U
Miscellaneous
A75100 GWK-AIA75100 Air-Vac Aspirator, AV-116 1.00 U
A75500 GWK-AIA75500 Aspirator, Teflon & ELD-F, ¥4 x ¥a X 0.54 U
R84001 GWK-AIR84001 Stream Restrictor 1/8" 0.25 U
1412001-001 GWK-AI1412001-001 Haskell Pump, with Sapphire Piston, Complete,(Haskell 29723-36) 8.00 U
1412700-001 GWK-AI1412700-001 Pump, Sapphire Piston Assembly, (Maret 281-380-1A) 0.06 U
1412700-002 GWK-AI1412700-002 Pump,Kalrez O-Ring Seal Kit, for 1412001-001 Hydraulic Section, 0.02 U
(Haskell 54749-36)
1605001-003 GWK-AI1605001-003 Pressure Switch, 0.4 to 1.6 inch W.C. 1/8" NPT Conn. Explosion 1.34 U
Proof
CSA/UL/FM Approved, (1950-1-2F)
1605200-005 GWK-AI1605200-005 Flow Switch; 316 Stainless Steel; SPDT, Kalrez Seal 0.50 U
1605200-006 GWK-AI1605200-006 Flow Switch; Monel; SPDT, Kalrez Seal 0.50 U
1605200-007 GWK-AI1605200-007 Flow Switch; Hastelloy C; SPDT, Kalrez Seal 0.50 U
2001164-001 GWK-AI2001164-001 Liquid Drain Assembly, SST, (used with S10520) 1.25 U
T80000 GWK-AIT80000 Liquid Drainer Trap, Armstrong 1-LD, 5/64" Orifice, (S10514) U
T80002 GWK-AIT80002 Trap, Armstrong, 11-LD, SST, 400 PSI, %" NPT, (2001164-001), 0.60 U
Liquid Drain
2017141-001 GWK-AI2017141-001 Heat Exchanger Coil, tube-in-tube 3.00 U
Cabinet Heating
1666000-001 GWK-AI1666000-001 Vortex Tube, 15 CFM, SST, (6.625 Lg.) ¥2" NPT 3 Places 0.18 U
2000731-001 GWK-AI2000731-001 Air Bath Heater Tubing, 8 Inches long 0.04 U
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2000731-002 GWK-AI2000731-002 Air Bath Heater Tubing, 5 Inches long 0.02 U
S10518 GWK-AIS10518 Switch Assembly, SSA for Electric Heater 1.60 U
H19000 GWK-AIH19000 Regulator Heater Block, Millaflow 0.19 U
H30007 GWK-AIH30007 Heater, Mount for H30006 0.02 U
H34110 GWK-AIH34110 Heater, Electric, 120 Watt, 120 VAC, 17-%" Lg. 1-%2" Dia. 1.75 U
P85120 GWK-AIP85120 Probe, Assembly, Temperature Control, 1 MEG 3.00 U
P86005 GWK-AIP86005 Probe, Temperature Control 3K 3.00 V]
T40125 GWK-AIT40125 Heater, Cabinet Thermometer, Dual Scale, 50-400 0.12 U
T46200 GWK-AIT46200 Heater, Thermostat, Pre-Set to 135°F, +/- 5 °F 0.75 V]
S10514 GWK-AIS10514 Rotameter, SSA Liquid Drain 2.00 U
1621003-016 GWK-AI1621003-016 Heater (O'Brien), 200 W, 115 Vac, Group BC&D, Div 1 5.00 U
Sample Probe Parts
For some regulators, see Optichrom regulator section (R40800 and
others)
2000727-001 GWK-AI2000727-001 Probe Assembly, Electric Heated, 0-100 PSI 7.00 U
2000727-002 GWK-AI2000727-002 Probe Assembly, Electric Heated, 0-50 PSI 7.00 U
2000728-001 GWK-AI2000728-001 Probe Assembly, Steam Heated, 0-100 PSI 7.00 U
2000728-002 GWK-AI2000728-002 Probe Assembly, Steam Heated, 0-50 PSI 7.00 U
S10423 GWK-AIS10423 Sample Probe, 6" (Sulfur Recovery) 4.71 U
S10443 GWK-AIS10443 Sample Probe, 00150, ¥2" Valve with tube 0.53 U
S10444 GWK-AIS10444 Sample Probe, 3/8", 00114, Stainless Steel Valve 0.81 U
S10446 GWK-AIS10446 Sample Probe, 00104, 4" regulating 3.00 U
P86751 GWK-AIP86751 Probe, Induction Tube, 3/8" x .035 Wall, SST, w Welded Front 0.15 U
Ferrule, (S10444)
P86752 GWK-AIP86752 Probe, Induction Tube 3/8" x .035" Wall, Monel, with Welded Front 0.09 U
Ferrule
P86755 GWK-AIP86755 Probe, Induction Tube, %" X .065 Wall, SST 0.09 U
with Welded Front Ferrule, (S10445, S10446, S10447)
1461005-005 GWK-AI1461005-005 Pressure Regulator, Electric heated, 0-50 PSI Outlet, 110VAC 6.38 U
Ceramic Filled Teflon Seat, HPR-2, Go, (108358-E) 2000727-002
1461005-002 GWK-AI1461005-002 Pressure Regulator, Steam Heated 0-100 PSI Oultlet, 4.27 V]
110VACCeramic Filled Teflon Seat, Go, (108352) 2000728-001
1461005-007 GWK-AI1461005-007 Pressure Regulator, Steam Heated 0-50 PSI Outlet, 110VAC 4.40 V]
Ceramic Filled Teflon Seat, Go, (108359-E) 2000728-002
1465007-003 GWK-AI1465007-003 Pressure Gauge, 2-%2" Dial, Dual, PSI/kPa , 0-100 PSI, Glass Lens 0.13 U
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1465007-002 GWK-AI1465007-002 Pressure Gauge, 2-%4" Dial, Dual, PSI/kPa , 0-60 PSI, Glass Lens 0.13 U
Y4" NPT Center Back Connection, 2000727-002/2000728-002
Fittings
F43166 GWK-AIF43166 Fitting, 3/8" Packing Gland, Conax Monel with Teflon, 0.21 U
(PG4-(M405)-375-A-T)
F49401 GWK-AIF49401 Fitting, Union, Monel, 1/16"T x T, (M-100-6) 0.01 U
F49402 GWK-AIF49402 Fitting, Union, Monel, 1/8"T x T, (M-200-6) 0.20 U
F49868 GWK-AIF49868 Fitting, Bushing, Monel, 1"M x %2"F, (M-16.RB-8) 0.18 U
F60645 GWK-AIF60645 Fitting, Cap, ¥4" Galvanized, (S-4-CP) 0.04 U
F61300 GWK-AIF61300 Fitting, Nipple, Conduit, ¥2" Galvanized, or Zinc Plate 0.02 U
F61302 GWK-AIF61302 Fitting, Nipple, Conduit, ¥2" x 2-%2" Galvanized or Zinc Plate 0.03 U
F61350 GWK-AIF61350 Fitting, Nipple, Conduit, %2" x 2" Galvanized or Zinc Plate 0.05 U
F61355 GWK-AIF61355 Fitting, Nipple, Conduit, ¥2" x 2-%2" Galvanized or Zinc Plate 0.06 U
F61365 GWK-AIF61365 Fitting, Nipple, Conduit, %2" x 3-¥2" Galvanized or Zinc Plate 0.09 U
F61370 GWK-AIF61370 Fitting, Nipple, Conduit, ¥2" x 4" Galvanized or Zinc Plate 0.10 U
F61375 GWK-AIF61375 Fitting, Nipple, Conduit, %2" x 5" Galvanized or Zinc Plate 0.14 U
F61385 GWK-AIF61385 Fitting, Nipple, Conduit, ¥2" x 8" Galvanized or Zinc Plate 0.23 U
F61386 GWK-AIF61386 Fitting, Nipple, Conduit, %2" x 9" Galvanized or Zinc Plate 0.26 U
F61420 GWK-AIF61420 Fitting, Nipple, Conduit, %" x 2" Galvanized or Zinc Plate 0.06 U
F63002 GWK-AIF63002 Fitting, Ferrule, Reducer, Teflon,1/16"T to 1/8"T, (10 per package) 0.05 U
(Allows 1/16" Tubing to use a 1/8" Nut)
F66500 GWK-AIF66500 Fitting, Sensor Lead, (for Purge, SST) 0.05 U
1291022-166 GWK-AI1291022-166 Fitting, Union Elbow, 3/8" OD, (SS-600-9) 0.02 U
Filter Parts
2001172-001 GWK-AI2001172-001 Swirlklean Filter, Repair Kit 3.00 U
F09150 GWK-AIF09150 Swirlklean Filter, Repair Kit 3.00 U
Application Dependent, Replaced with 2001172-001 For most
Applications
1281000-001 GWK-AI1281000-001 Filter, Frit Assembly, 0.5 Micron %" Tubing OD, 4.6 Column ID, 0.50 U
Hastelloy
1282000-001 GWK-AI1282000-001 Filter, Element, 7 Micron, Monel, Sintered Type, (M-4F-K4-7) 0.50 U
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1282001-006 GWK-AI1282001-006 Filter, Housing, 19 ml Internal Volume, ¥2" F NPT Inlet & Outlet Ports 0.67 U
316 SST, Teflon Seal, Max Temperature 400 °F, Max. Pressure 5000
1282005-003 GWK-AI1282005-003 Diaphragm, Teflon with Glass support, Collins (8810) for filter 8800EP 0.50 U
1282005-004 GWK-AI1282005-004 Filter, Support, Collins (8806) for 8800EP 0.50 U
2001165-001 GWK-AI2001165-001 Filter, Mounting Bracket (Balston) 0.05 U
F10020 GWK-AIF10020 Filter Element, 5-9 Micron, SST, (Hoke 91443-2 or 80410-2) 0.01 U
F04875 GWK-AIF04875 Filter, Housing Element, Polycarb Bowl, %" NPT Ports, Blaston Type 0.51 U
92-812
F04876 GWK-AIF04876 Filter Element for Balston Type 92 Filter, (100-12-CX) 0.01 U
F04884 GWK-AIF04884 Filter Element, for Balston 95S6, (050-11-CQ) 0.02 U
F04885 GWK-AIF04885 Filter Element, for Balston 95S6, (050-11-BQ) 0.02 U
F04887 GWK-AIF04887 Filter Element, for Balston 9556, (050-11-AAQ) 0.02 U
F09110 GWK-AIF09110 Filter Element, 0.5 Micron, (1000-1.750-.062-0.5) 0.02 U
F09200 GWK-AIF09200 Filter Element 0.5 Micron, Copolymer, (6711) 0.02 U
F09220 GWK-AIF09220 Filter Element 5 Micron, Stainless Steel, (6733) 0.02 U
F09600 GWK-AIF09600 Filter, High Pressure 0.5 Micron, Stainless Steel, (05-0105) 0.02 U
F09601 GWK-AIF09601 Filter Element .5 Micron, Stainless Steel, for F09600, (05-0106) 0.02 U
Pkg. contains 1 ea., Element, Small Washer & Large Washer
F09602 GWK-AIF09602 Filter Element, .2 Micron, Hastelloy C, for F09600, (05-0107) 0.02 U
F09205 GWK-AIF09205 Filter, Element, .2 Micron Teflon, (2 pkg.) (6756), (use 201172-001 kit) 0.02 U
F09215 GWK-AIF09215 Filter, Element, 5 Micron Teflon, (6712) 0.02 U
F09605 GWK-AIF09605 Filter Column Pre-Filter, L D V, 0.5 Micron SST Element, (05-0149) 0.02 U
F09606 GWK-AIF09606 Filter Element, .5 Micron, SST, for F09605, (10 per pkg.), (05-0155) 0.02 U
F09607 GWK-AIF09607 Filter Element, 2 Micron, SST, for F09605, (10 per pkg.), (05-0154) 0.02 U
F10043 GWK-AIF10043 Nupro Filter Element, 2 Micron, SST, for Sparger Cal. Panel,(SS-2F- 0.02 U
K4-2)
F10044 GWK-AIF10044 Nupro Filter Element, 7 micron (SS-2F-K4-7) 0.02 ]
F10046 GWK-AIF10046 Nupro Filter Element, 15 Micron, SST, for 1/8" Tube, (SS-2F-K4-15) 0.02 U
F10058 GWK-AIF10058 Nupro Filter Element, 15 Micron, SST, for ¥4" Tube, (SS-4F-K4-15) 0.02 U
F10060 GWK-AIF10060 Nupro Filter Element, 60 Micron, SST, for ¥4" Tube, (SS-4F-K4-60) 0.02 U
F10010 GWK-AIF10010 Filter Element, 5-9 Micron, SST, (Hoke H80409-2) 0.02 U
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1282000-008 GWK-AI1282000-008 Filter, Element, 0.7 Micron, (Seals type OE), 2" Dia X 10" Lg., Price not available 0.02 U
Ceramic,(46313)
Obsolete; Replaced by 2020297-001. Replacement is element and
new housing.
2020297-001 GWK-AI2020297-001 Filter, 0.5 micron, stainless steel; filter element and housing 0.50 U
1282000-020 GWK-AI1282000-020 Filter, 0.5 micron, stainless steel; filter element only 0.20 U
F09225 GWK-AIF09225 Filter, Support Screen, 10 Micron, SST Mesh (6737), (use 201172- U
001 kit)
F09230 GWK-AIF09230 Filter, Support Pad, 10 Micron, Polypropylene, (6715) 0.01 U
G50000 GWK-AIG50000 Gasket, 1-3/8" ID X 2-%4" OD X 4" thick, Viton 0.01 U
(SV811-3) For Model 19 & 20 Filter
G50005 GWK-AIG50005 Gasket, 1-5/16" ID X 2-¥%2" OD X %" Thk, Closed Cell Silicon Sponge 0.01 U
F10023 GWK-AIF10023 Lower Filter Gasket for Bypass and Removable Hoke Filter, (541-7) 0.01 ]
F10024 GWK-AIF10024 Upper Filter Gasket for Bypass and Removable Hoke Filter, (90349-1) 0.01 ]
039038 GWK-AIO39038 Viton O-Ring, Size 038 2-5/8"ID x 2-3%4"OD x 1/16" W 0.01 U
1531005-001 GWK-AI1531005-001 Filter, O-Ring, 1.609" ID x .139" Cross- Sect., Kalrez,for Swirlklean 0.01 U
Filter
1531005-002 GWK-AI1531005-002 Filter, O-Ring, .984" ID X .139" Cross-Sect. Kalrez,for Balston 95 0.01 U
series
F09219 GWK-AIF09219 Filter, O-Ring, 1.625 ID X .135 Th., Teflon,for Swirlklean Filter, (6730) 0.01 U
Bypass Filters
F09100 GWK-AIF09100 Filter, Swirlklean, Model 1, Complete Assembly, 1.19 U
SST Body, Teflon O-Rings
0.2 Micron Teflon Element, 20 Mesh SST Support Screen,
10 Micron Support Pad. (Collins 6800-56-3730)
F10001 GWK-AIF10001 Bypass Filter with 5 to 9 Micron 316 SST Element, %" F Conn., (Hoke 0.15 U
6332F4Y)
2015537-001 GWK-AI2015537-001 Balston Filter Assembly, Model 91S6, (use with Bypass) 0.58 U
2015538-001 GWK-AI2015538-001 Balston Filter Assembly, Model 91S6, (use with Liquid Drain) 0.54 U
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F10035 GWK-AIF10035 Nupro In-Line Filter, 7 Micron SST, 1/8" T x T Connections, (SS-2F-7) 0.05 U
F10038 GWK-AIF10038 Nupro In-Line Filter, 7 Micron SST, %" T x T Connections, (SS-4F-7) 0.11 U
F10039 GWK-AIF10039 Nupro In-Line Filter, 15 Micron SST, ¥2" T x T Connections, (SS-4F- 0.20 U
15)
1282001-008 GWK-AI1282001-008 Filter, Valco 1/8", Hastelloy C; with 2 micron Hastelloy C frit 0.15 U
1282001-001 GWK-AI1282001-001 Nupro In-Let Filter Assembly, 2 micron (SS-2F/2) Sparger 0.05 U
1282001-003 GWK-AI1282001-003 Nupro In-Line Filter, "F" Series, SST %" Connections (SS-4F-05) 0.09 U
F09105 GWK-AIF09105 Swirlklean Filter Assembly, High Temperature, ( 6800-SD) 1.90 U
S10520 GWK-AIS10520 Balston Filter, 95S6 used with Balston Liquid Drainer 0.64 U
1282003-001 GWK-AI1282003-001 Filter, High Pressure with 0.5 Micron Element, ¥2"F Connections 0.08 U
1282003-003 GWK-AI1282003-003 Nupro In-Line Filter, Removable, %" NPTF, with 440 Micron Strainer 0.19 U
Element
(SS-4TF4-440)
F10006 GWK-AIF10006 Filter, Removable, with 5-9 Micron, SST, Element 0.15 U
¥4" F NPT Connections, 316 SST Body, ( 6322F4Y)
1282008-001 GWK-AI1282008-001 Balston Filter, Kalrez O-Rings, (91S6-M620) (FO4884 is the element) 0.48 U
F10000 GWK-AIF10000 Filter, 5-9 Micron, In-Line, 1/8"F NPT, 303 SST, (6312F2S) 0.11 U
F10005 GWK-AIF10005 Filter, 40-55 Micron, In-Line, ¥4"connections, 303 SST, (6315G4S) 0.11 U
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Advance Gas Sparger Analyzer
Sparger Vessel Assembly
1291020-001 GWK-AI1291020-001 Fitting, Union, 3/8" Tube to 3/8" Tube, Teflon, (T-600-6) 0.02 NR U
1291020-002 GWK-AI1291020-002 Fitting, Reducing Union, ¥4-1/8", Teflon, (T-400-6-2) 0.02 NR U
1291032-003 GWK-AI1291032-003 Fitting, Knurled Nut, ¥4", SST, (SS-402-1K) 0.02 NR U
1291032-004 GWK-AI1291032-004 Fitting, Knurled Nut, 3/8"T, SST, (SS-602-1K) 0.02 NR U
1291101-002 GWK-AI1291101-002 Fitting, Nylon Insert, 3/8"T OD. x %" T ID, (NY-605-4) 0.02 NR U
1292010-001 GWK-AI1292010-001 Fitting, Plastic Screw Cap, with Aperture, ISO Thread 32 0.03 NR U
Reducer Aperture Bore 40 MM
1292010-003 GWK-AI1292010-003 Fitting, Plastic Screw Cap, with Aperture, ISO Thread 14 0.09 NR U
Reducer Aperture Bore 9.5 MM
1532004-001 GWK-AI1532004-001 Sealing Ring, Silicone Rubber with PTFE - Washer 12mm OD x 6mm 0.01 1.00 U
ID
1532004-003 GWK-AI1532004-003 Sealing Ring, Silicone with PTEF - Washer 29mm OD x 12mm ID 0.01 1.00 U
1662030-002 GWK-AI1662030-002 Silicon Vessel Drain Tubing, 3/8", 5/32"0D x 5/16"ID, (per foot) 0.02 1.00 U
2001114-001 GWK-AI2001114-001 Sparger Vessel Assembly, Frit and Vent Tube 0.26 0.50 1.00 U
2001115-001 GWK-AI2001115-001 Sparger Pressure Vessel 0.12 0.50 1.00 U
2013672-001 GWK-AI2013672-001 Sparger Glass Frit 0.03 0.50 1.00 U
2013673-001 GWK-AI2013673-001 Sparger Glass Vent Tube 0.01 0.50 1.00 U
F35702 GWK-AIF35702 Fitting, Back Ferrule, 1/8"T, SST, (SS-204-1) 0.01 NR U
F35704 GWK-AIF35704 Fitting, Back Ferrule, ¥2"T, SST, (SS-404-1) 0.01 NR U
F35706 GWK-AIF35706 Fitting, Back Ferrule, 3/8"T, SST, (SS-604-1) 0.01 NR U
F35902 GWK-AIF35902 Fitting, Front Ferrule, 1/8"T, SST, (SS-203-1) 0.01 NR U
F36802 GWK-AIF36802 Fitting, Nut, 1/8"T, SST, (SS-202-1) 0.01 NR U
F65904 GWK-AIF65904 Fitting, Teflon Front Ferrule ¥4", (T403-1) 0.01 NR U
F65906 GWK-AIF65906 Fitting, Teflon Front Ferrule, 3/8", (T603-1) 0.01 NR U
Sample System
1282000-004 GWK-AI1282000-004 Filter Element, Charcoal Cartridge, (9.75" Ig. x 2.81" Dia.) 1.00 1.00 1.00 U
1412002-001 GWK-AI1412002-001 Surrogate Calibration Sample Pump 11.34 NR U
F10048 GWK-AIF10048 Pump Filter Element, 60 Micron 1/8" Tube, SST, (SS-2F-K4-60) 1.00 0.50 1.00 U
V82052 GWK-AIV82052 Whitey 3-Way Ball Valve, 1/8" Inlet/Outlet, (SS-41X-S2) 0.10 NR U
V86001 GWK-AIV86001 Whitey Ball Valve Actuator, 180 Degrees, (MS-151SR) 0.76 NR U
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1460700-001 GWK-AI1460700-001 Sample Dryer, Drying tube, 1/8" tube fittings (MD125*12SS) 3.00 0.20 1.00 U
1150105-001 GWK-AI1150105-001 Membrane Dryer with Polypropylene Fittings 3.00 0.20 100 U
1461003-003 GWK-AI1461003-003 Pressure Regulator, 0-25 PSI, LDV, (Water Service) 1.50 NR U
SST,300 Max Inlet CV 0.03,Tefzel Seat, Spring Damper,CPR-1,
(108935)
1463000-002 GWK-AI1463000-002 Flowmeter, 129 SCCM, Glass Tube, SST Float, Control Valve on Inlet 0.55 NR U
(Sample)
1463000-003 GWK-AI1463000-003 Flowmeter, 108 SCCM, Glass Tube, SST Float, Control Valve on Inlet 3.00 NR U
(Purge Gas)
1463000-004 GWK-AI1463000-004 Flowmeter, 0.5 - 5 GPM, Glass Tube, Size 8, 75mm (Water) 1.33 NR U
1605200-003 GWK-AI1605200-003 Flow Switch, Malema, Adjustable, SST, SPST N/O 0.49 NR U
1621004-002 GWK-AI1621004-002 Sample Heater Cartridge, 500 Watt, 120 VAC, 60 Hz 0.50 0.20 1.00 U
1626000-001 GWK-AI1626000-001 Sample Heater Thermister Probe Assembly, Dual 30K ohm 0.02 0.10 1.00 U
2001120-001 GWK-AI2001120-001 Sample Heater Assembly, 115 VAC (Dual) 4.00 0.10 1.00 U
2001120-002 GWK-AI2001120-002 Sample Heater Assembly, 115 VAC (Single) 2.89 0.10 1.00 U
2001130-002 GWK-AI2001130-002 Rotameter, with 2 Flow Meters and Air Heater Regulators 3.06 NR U
G69800 GWK-AIG69800 Gauge, 2%" Dial, 0-30 PSIG, Dual Scale PSI/kPa, SST 0.15 NR U
¥ MNPT Bottom Mount, Glass Lens, (Air Heater)
Purged Enclosure Assembly
C62880 GWK-AIC62880 Pilot Light, Red Lens (Sparger) 0.12 NR U
L27000 GWK-AIL27000 Lamp, Type 6 PSB, 6V, .8 Watt, 140 MA, 0.30 NR U
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Accessories
Printers and Accessaories
1191025-703 GWK-AI1191025-703 Printer, Interface, 20ma Current Loop, MT150-24 0.33 V]
1000018-001 NN Printer; Epson FX-880; parallel interface (Printer only) 5.00 U
1000019-001 NN Serial interface, 20ma current loop; to add to Epson FX-880 printer 0.30 U
1194000-001 GWK-AI1194000-001 Printer, Paper, 9%" x 11" tractor feed, single copy, 20 Ib. 12.71 U
1580001-001 GWK-AI1580001-001 Printer, Ribbon for AT&T Typer, Model 5310 0.14 U
1580001-003 GWK-AI1580001-003 Printer Ribbon for MT-290 Printer, (609263-1) 0.14 U
Recorder Pens
1191014-002 GWK-AI1191014-002 Pen, Portable Linear Chart Recorder, 0.10 U
(1Pkg. = 5 Pens) (0100-017)
1191014-005 GWK-AI1191014-005 Pen, Black for Omniscribe Recorder, (YMP-494) 0.01 U
R10174 GWK-AIR10174 Pen, Assembly, Red (054190) 0.01 U
R10180 GWK-AIR10180 Pen, Ink, L&N Disposable (020723) 0.04 U
Recorder Paper
1581002-034 GWK-AI1581002-034 Paper, Roll-chart, (Linear 142 Portable) (0100-0011) 0.45 U
1191014-004 GWK-AI1191014-004 Paper, Roll-chart, (Omniscribe) 0.45 U
P20914 GWK-AIP20914 Paper, L&N 165 Recorder (544001) 0.43 U
Chromatograph Tools
2020299-001 GWK-AI2020299-001 Metal shop stand for shipments 35.00 NR U
2015548-001 GWK-AI2015548-001 Epoxy-coated roll-around mounting frame and stand 45.00 NR U
1631000-005 GWK-AI1631000-005 Maxum Repair Tool Kit 3.00 1.00 U
~ Tool roll up pouch 1.00
" Slotted Screwdrivers: 3/32x 2; 1/4x 4 pair
~ Phillips Screwdriver: #2 x 4 1.00
" 4-in-1 screwdriver 1.00
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A L-Key Ball End Hex Wrench set; Metric: 1.5mm to 5mm set

" L-Key Ball End Hex Wrench set; English: .050" to 5/32" set

A Metric Nutdriver set: 5.5, 6, 7, and 8mm set

N Metric Ball End Hexdriver set: 2, 2.5, 3, and 4mm set

A Combination Wrenches; 2 each: set

3/8 x 7/16; 1/4 x 5/16; 3/16 x 1/4

" Adjustable Wrench: 8" 1.00

A Pump Pliers: 10" 1.00
1631001-004 GWK-AI1631001-004 Magnetic Tool Pick-up, for Valco Rotors 0.20 U
1631001-005 GWK-AI1631001-005 Diamond Scribe for, FSOT Columns 0.20 U
1631005-001 GWK-AI1631005-001 Torque Screwdriver, 6.5 Inch Pd. 0.14 U
G77000 GWK-AIG77000 Magnahelic Gauge, Analog Flow, 0-100 cc/min -- 1.06 U

Calibrated for Helium --
Modified and Calibrated for Hydrogen on Special Request

V05100 GWK-AIV05100 Screwdriver, Torque, preset 35 inch Ib. 0.37 U
T10691 GWK-AIT10691 Screwdriver, Torque, Tool Bit, 3/16" 0.01 U
See also Models 11, 20 and 50 Valve parts and tools
Electrical Components
F90200 GWK-AIF90200 Fuse, 2 Amp, 250V 0.01 U
F90590 GWK-AIF90590 Fuse, 1 Amp, 125V Axial Lead 0.01 U
F90990 GWK-AIF90990 Fuse, % Amp, 250 V Min. Qty. 10 0.01 U
F91005 GWK-AIF91005 Fuse, 3 Amp, 250 V 0.01 U
F97544 GWK-AIF97544 Fuse, 8 Amp, 250 V Min. Qty. 10 0.01 U
F97545 GWK-AIF97545 Fuse, ABC, 10 Amp 0.01 U
F97700 GWK-AIF97700 Fuse, 10 Amp Recitifier 0.01 U
R71665 GWK-AIR71665 Resistor, 4K, 5%, 5W, Wirewond, Axial (Methanator) 0.01 U
Fittings
1291000-006 GWK-AI1291000-006 Fitting, Adapter ¥4"FNPT x ¥%"M ISO, SST, (SS-4-A-4RS) 0.05 U
1291013-001 GWK-AI1291013-001 Fitting, Thermocouple, Bored Through, 1/16"T x 1/16"M, SST, (SS-100- 0.01 U
1-1-BT)
1291027-142 GWK-AI1291027-142 Fitting, Port Reducer Connector, %"OD to 1/8"OD, SST, (SS-401-PC- 0.01 U
2)
1291101-001 GWK-AI1291101-001 Fitting, Reducing, ¥4" x 1/8", Teflon, (RF-400/200T) 0.01 U
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1291229-002 GWK-AI1291229-002 Fitting, Ferrule, 1/8" x 1/16", Vespel Graphite, Valco, (200/100-VG1) 0.01 U
1291229-003 GWK-AI1291229-003 Fitting, Ferrule, 1/16" x 0.4mm, Vespel Graphite, Valco, (100/0.4- 0.01 U
VG1)
1291229-004 GWK-AI1291229-004 Fitting, Ferrule, 1/8" x 0.4mm, Vespel Graphite, Valco, (200/0.4-VG1) 0.01 U
1291229-005 GWK-AI1291229-005 Fitting, Ferrule, 1/16" x 0.8mm, Vespel Graphite, Valco, (100/0.8- 0.01 U
VG1)
1291322-001 GWK-AI1291322-001 Fitting, Elbow Union, ¥4"T x ¥"T, Teflon, (T-400-9) 0.02 U
1291326-001 GWK-AI1291326-001 Fitting, Port Reducing, 1/8"T x ¥4" Port, Teflon, (T-200-R-4) 0.01 U
1291420-001 GWK-AI1291420-001 Fitting, Union 3/8"T x 3/8"T, Nylon, (NY-600-6) 0.01 U
1291500-004 GWK-AI1291500-004 Liners, (Fits Tube OD-ID 1/16", 0.80-0.53mm) (Vespel Graphite) 0.01 U
FS1L.8
1291500-005 GWK-AI1291500-005 Liners, (Fits Tube OD-ID: 1/16",0.50-0.32mm) (Vespel Graphite) 0.01 U
FS1L.5
1291500-006 GWK-AI1291500-006 Liners, (Fits Tube OD-ID: 1/16",0.40-0.25mm) (Vespel Graphite) 0.01 U
FS1L.4
1291500-007 GWK-AI1291500-007 Liners, (Fits Tube OD-ID: 1/16",0.25-0.10mm) (Vespel Graphite) 0.01 U
FS1L.25
1291500-008 GWK-AI1291500-008 Liners, (Fits Tube OD-ID: 1/32",0.50-0.32mm) (Vespel Graphite) 0.01 U
FSL.5
1291500-009 GWK-AI1291500-009 Liners, (Fits Tube OD-ID:1/32",0.40-0.25mm) (Vespel Graphite) 0.01 U
FSL.4
1291500-011 GWK-AI1291500-011 Fitting, Reducer, 1/16" x 1/8", .040 Bore, Hastelloy, (IRZ21LHC) 0.01 U
1291500-012 GWK-AI1291500-012 Fitting, Reducer, 1/16' x 1/8", .020 Bore, SST, (IZR21) 0.01 U
1291500-013 GWK-AI1291500-013 Fitting, Reducer, 1/32" x 1/16", 010 Bore, SST, (IZR1.5) U
1291500-014 GWK-AI1291500-014 Fitting, Union, 1/16", SST, (ZU1C) 0.01 U
1291500-015 GWK-AI1291500-015 Fitting, Union Reducer, 1/32" x 1/16", SST, (ZRUL.5) 0.01 U
1291500-016 GWK-AI1291500-016 Fitting, Union, 1/32", SST, (ZU.5) 0.01 U
1291509-001 GWK-AI1291509-001 Fitting, Nut, 1/8", SST, (ZN2) 0.01 U
1291509-002 GWK-AI1291509-002 Fitting, Nut, 1/16"T, Countersunk for use with FS2 adapter, (ZCN1) 0.01 U
1291509-004 GWK-AI1291509-004 Fitting, Nut, 1/32", SST, (ZN.5) 0.01 U
1291510-001 GWK-AI1291510-001 Fitting, Ferrule, 1/8", Hastelloy "C", (ZF2HC) 0.01 U
1291510-002 GWK-AI1291510-002 Fitting, Ferrule, 1/8", SST, (ZF2) 0.01 U
1291510-004 GWK-AI1291510-004 Fitting, Ferrule, 1/16", Vespel Graphite, (ZFIVG40) 0.01 U
1291510-006 GWK-AI1291510-006 Fitting, Ferrule, 1/32", Vespel Graphite, (ZF.5V) 0.01 U
1291510-007 GWK-AI1291510-007 Fitting, Ferrule, 1/32", SST, (ZF.5) 0.01 U
2000446-002 GWK-AI2000446-002 Fitting, with Purge Coil, ¥4"T Union, SST 0.04 U
F10670 GWK-AIF10670 Fitting, Conduit Reducer, "M x %"F, Steel, (RB75-50) 0.03 U
F10700 GWK-AIF10700 Fitting, Elbow, Conduit 90 Degrees, ¥2"F, CSA, (EL19) 0.21 U
F10715 GWK-AIF10715 Fitting, Elbow, Conduit, 90 Degrees, ¥2", M-T, CSA, (EL196) 0.16 U
F10750 GWK-AIF10750 Fitting, Union, %" F to F, CSA, (UNF-105) 0.19 U
F10760 GWK-AIF10760 Fitting, Union, %2" M to F, CSA, (UNY-105) 0.20 U
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F10900 GWK-AIF10900 Fitting, Nut, Conduit Drive Nut,%", (BL-50) Min. Qty. 20 0.01 U
F10902 GWK-AIF10902 Fitting, Nut, Conduit Drive Nut, 1", (BL-100) Min. Qty. 20 0.02 U
F23014 GWK-AIF23014 Fitting, Connector, Brass, ¥2"T x ¥4"M, (B-400-1-4) 0.04 U
F25104 GWK-AIF25104 Fitting, Elbow, Brass, 1/16"T x 1/8"M, (B-100-2-2) 0.02 U
F25701 GWK-AIF25701 Fitting, Back Ferrule, Brass, 1/16"T, (B-104-1) 0.02 U
F25901 GWK-AIF25901 Fitting, Front Ferrule, Brass, 1/16"T, (B-103-1) 0.02 U
F26801 GWK-AIF26801 Fitting, Nut, Brass, 1/16"T, (B-102-1) 0.01 U
F29401 GWK-AIF29401 Fitting, Union, Brass, 1/16"T, (B-100-6) 0.01 U
F29602 GWK-AIF29602 Fitting, Union, Bulkhead, Brass, 1/8"T, (B-200-61) 0.04 U
F32035 GWK-AIF32035 Fitting, Reducing, Bushing, SST, ¥"M x 1/8"F, (SS-8-RB-2) 0.06 U
F32040 GWK-AIF32040 Fitting, Reducing, Bushing, SST, %2"M x ¥4"F 0.04 U
F32048 GWK-AIF32048 Fitting, Reducing, Bushing, 1M x ¥4"F, SST 0.04 U
F32601 GWK-AIF32601 Fitting, Cap, 1/16"T, SST, (SS-100-C) 0.01 U
F32810 GWK-AIF32810 Fitting, Connector, SST, ¥2"T x ¥4"F, (SS-400-7-4) 0.05 U
F33002 GWK-AIF33002 Fitting, Connector, SST, 1/16"T x 1/8"M, (SS-100-1-1) 0.01 U
F33004 GWK-AIF33004 Fitting, Connector, SST, 1/16"T x 1/8"M, (SS-100-1-2) 0.01 U
F33006 GWK-AIF33006 Fitting, Connector, SST, 1/8"T x 1/8"M, (SS-200-1-2) 0.02 U
F33008 GWK-AIF33008 Fitting, Connector, SST, 1/8"T x ¥"M, (SS-200-1-4) 0.03 U
F33012 GWK-AIF33012 Fitting, Connector, SST, ¥4"T x 1/8"M, (SS-400-1-2) 0.03 U
F33024 GWK-AIF33024 Fitting, Connector, SST, 3/8"T x 1/8"M, (SS-600-1-2) 0.04 U
F33026 GWK-AIF33026 Fitting, Connector, SST, 3/8"T x ¥4"M, (SS-600-1-4) 0.04 U
F33029 GWK-AIF33029 Fitting, Connector, SST, 3/8"T x ¥2"M NPT, (SS-600-1-6) 0.09 U
F33154 GWK-AIF33154 Fitting, Conax, SST, ¥4"M x ¥4"T 0.08 U
F33160 GWK-AIF33160 Fitting, Conax, SST, ¥4"M x 3/8"T 0.19 U
F33364 GWK-AIF33364 Fitting, Coupling, SST, ¥4" Pressure rated 300 PSI 0.05 U
F34502 GWK-AIF34502 Fitting, Elbow, 1/8" SST Street 0.05 U
F34506 GWK-AIF34506 Fitting, Elbow, 90 °., ¥4", Pressure rated at 150 PSI 0.05 U
F35102 GWK-AIF35102 Fitting, Elbow, SST, 1/16"T x 1/16"M, (SS-100-2-1) 0.02 U
F35104 GWK-AIF35104 Fitting, Elbow, SST, 1/16"T x 1/8"M, (SS-100-2-2) 0.02 U
F35106 GWK-AIF35106 Fitting, Elbow, SST, 1/8"T x 1/8"M, (SS-200-2-2) 0.03 U
F35108 GWK-AIF35108 Fitting, Elbow, SST, 1/8"T x ¥4"M, (SS-200-2-4) 0.04 U
F35114 GWK-AIF35114 Fitting, Male Elbow, SST, %"T x ¥4"M, (SS-400-2-4) 0.05 U
F35120 GWK-AIF35120 Fitting, Elbow, SST, 3/8"T x ¥4"M, (SS-600-2-4) 0.06 U
F35121 GWK-AIF35121 Fitting, Elbow, SST, 90 °. 3/8"T x "M, (SS-600-2-8) 0.11 U
F35304 GWK-AIF35304 Fitting, Elbow, SST, ¥4"T x T, (SS-400-9) 0.05 U
F35701 GWK-AIF35701 Fitting, Ferrule, Back, SST, 1/16"T, (SS-104-1) Min. Qty. 15 0.05 U
F35901 GWK-AIF35901 Fitting, Front Ferrule, SST, 1/16"T, (SS-103-1) Min. Qty. 15 0.05 U
F35904 GWK-AIF35904 Fitting, Front Ferrule, SST, ¥"T, (SS-403-1) 0.05 U
F35906 GWK-AIF35906 Fitting, Ferrule, Front, 3/8"T SST, (SS-603-1) 0.05 U
F36102 GWK-AIF36102 Fitting, Nipple, Camco, SST, 1/8" 0.05 U
F36623 GWK-AIF36623 Fitting, Nipple, Schedule 40, SST, ¥2"M x Close 0.01 U
F36628 GWK-AIF36628 Fitting, Nipple, Camco, Schedule 40, SST, ¥4"M x ¥4"M x 1-%%" 0.02 U
F36639 GWK-AIF36639 Fitting, Nipple, Camco, Schedule 40, SST, ¥2"M x 5 0.07 U
F36728 GWK-AIF36728 Fitting, Nipple, Camco, Schedule 40, SST, ¥2"M x 6" 0.18 U
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F36729 GWK-AIF36729 Fitting, Nipple, Camco, Schedule 40, SST, ¥2"M x 8" 0.25 U
F36801 GWK-AIF36801 Fitting, Nut, SST, 1/16" T, (SS-102-1) Min. Qty. 15 0.01 U
F36804 GWK-AIF36804 Fitting, Nut, SST, %" Tube, (SS-402-1) 0.01 U
F37204 GWK-AIF37204 Fitting, Plug, SST, ¥2" Tube, (SS-400-P) 0.02 U
F37502 GWK-AIF37502 Fitting, Reducer, SST, 1/16"T x 1/8" OD, (SS-100-R-2) 0.01 U
F37506 GWK-AIF37506 Fitting, Reducer, SST, 1/8"T x ¥"OD, (SS-200-R-4) 0.02 U
F37755 GWK-AIF37755 Fitting, Snubber-Pressure, 1/8"MXF, E-Porosity 0.03 U
F38402 GWK-AIF38402 Fitting, Tee, SST 1/8"T x 1/8"T x 1/8"T, (SS-200-3) 0.04 U
F38404 GWK-AIF38404 Fitting, Tee, SST, ¥4"T x ¥4"T x ¥4"T, (SS-400-3) 0.07 U
F38604 GWK-AIF38604 Fitting, Tee, SST, 1/8"T x 1/8"M x 1/8"T, (SS-200-3-TMT) 0.04 U
F38608 GWK-AIF38608 Fitting, Tee, SST, ¥4"T x 1/8"M x Y4"T, (SS-400-3-TMT) 0.04 U
F38610 GWK-AIF38610 Fitting, Tee, SST, ¥4"T x M x T, (SS-400-3-4-TMT) 0.04 U
F38810 GWK-AIF38810 Fitting, Tee, SST, ¥4"T X T x F, (SS-400-3-4-TTF) 0.04 U
F39004 GWK-AIF39004 Fitting, Tee, SST, 1/8"T x 1/8"T x 1/8"M, (SS-200-3-TTM) 0.04 U
F39010 GWK-AIF39010 Fitting, Tee, SST, ¥4"T X ¥"T x ¥4"M, (SS-400-3-4-TTM) 0.07 U
F39401 GWK-AIF39401 Fitting, Union, SST, 1/16"T, (SS-100-6) 0.01 U
F39402 GWK-AIF39402 Fitting, Union, SST,1/8"T, (SS-200-6) 0.02 U
F39404 GWK-AIF39404 Fitting, Union, SST, ¥2"T, (SS-400-6) 0.04 U
F39406 GWK-AIF39406 Fitting, Union, SST, 3/8"T, (SS-600-6) 0.05 U
F39602 GWK-AIF39602 Fitting, Union, Bulkhead, SST, 1/8", (SS-200-61) 0.03 U
F39604 GWK-AIF39604 Fitting, Union, Bulkhead, SST, ¥4", (SS-400-61) 0.06 U
F39802 GWK-AIF39802 Fitting, Union, Reducing, SST, 1/8"T x 1/16"T, (SS-200-6-1) 0.02 U
F39805 GWK-AIF39805 Fitting, Union, Reducing, SST %"T x 1/16"T, (SS-400-6-1) 0.03 U
F39806 GWK-AIF39806 Fitting, Union, Reducing, SST, ¥%"T x 1/8"T, (SS-400-6-2) 0.03 U
F43004 GWK-AIF43004 Fitting, Connector, Monel, 1/16"T x 1/8"M, (M-100-1-2) 0.01 U
F43014 GWK-AIF43014 Fitting, Connector, Monel, ¥2"T x ¥4"M, (M-400-1-4) 0.04 U
F63003 GWK-AIF63003 Fitting, Ferrule, Reducing, Teflon (RF400/100T) U
Manuals
2000521-002 GWK-AI2000521-002 Manual, Application Personal Computer, Revision 7.0 0.49 1.00 NR U
2000553-001 GWK-AI2000553-001 Manual, Application Ready Chromatograph-TD 0.57 1.00 NR U
2000559-001 GWK-AI2000559-001 Manual, Remote Phone Link Unit 1.00 NR U
2000560-001 GWK-AI2000560-001 Manual, Application Chromatograph-FID 0.61 1.00 NR U
2000561-001 GWK-AI2000561-001 Manual, Gas Sparger 1.12 1.00 NR U
2000563-001 GWK-AI2000563-001 Manual, Programmable Temperature Gas 0.19 1.00 NR U
2000565-001 GWK-AI2000565-001 Manual, Trap Concentrator (TC) User's 0.40 1.00 NR U
2000566-001 GWK-AI2000566-001 Manual, Analyzer Purging Unit 0.15 1.00 NR U
2000568-001 GWK-AI2000568-001 Manual, Linc (Local Network Interface Controller) 2.27 1.00 NR U
2000571-001 GWK-AI2000571-001 Manual, APC Users on-line, (3.5" Diskette), Revision 7.0 0.03 1.00 NR U
2000589-001 GWK-AI2000589-001 CD, Advance Optichrom System Documentation Manuals 0.20 1.00 NR U
2000615-009 GWK-AI2000615-009 Manual, Model 11 Repair 0.16 1.00 NR U
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2000573-001 GWK-AI2000573-001 Manual, Advance Explosion Protection Safety 0.22 1.00 NR U
2000583-001 GWK-AI2000583-001 CD, Maxum (1) System Documentation Manuals 0.20 1.00 NR U
2000597-001 GWK-AI2000597-001 CD, Maxum Il System Documentation Maunals 0.20 1.00 NR V]
2000583-002 GWK-AI2000583-002 Maxum System Documentation Manuals (hard copy) 0.87 1.00 NR U
2000579-001 GWK-AI2000579-001 Discontinued; Replaced by 2000590-001 Price not available 0.60 1.00 NR U
2000580-001 GWK-AI2000580-001 Maxum CAN Extension Unit (hard copy) 0.60 1.00 NR U
2000581-001 GWK-AI2000581-001 Maxum Network Access Unit (hard copy) 0.60 1.00 NR U
2000582-001 GWK-AI2000582-001 Maxum Installation Manual (hard copy) 0.60 1.00 NR U
2000584-001 GWK-AI2000584-001 Modbus User's Guide (hard copy) 0.60 1.00 NR ]
2000585-001 GWK-AI2000585-001 Maxum DataNET Hub (hard copy) 0.60 1.00 NR U
2000586-001 GWK-AI2000586-001 Maxum Automatic Purge Control Unit (hard copy) 0.60 1.00 NR U
2000587-001 GWK-AI2000587-001 Advance Plus Installation Manual (hard copy) 1.00 1.00 NR U
2000590-001 GWK-AI2000590-001 Advance Network Gateway; Ethernet Manual (hard copy) 0.60 1.00 NR U
2000591-001 GWK-AI2000591-001 Advance Network Gateway; DataNET Manual (hard copy) 0.60 1.00 NR U
2000592-001 GWK-AI2000592-001 Advance Network Comm. Board (ANCB) Manual (hard copy) 0.60 1.00 NR U
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Columns
Special Column Components

2020380-001 GWK-AI2020380-001 Packing cable to make end plugs for 1/16" columns 0.01 NR U
(Material only. Enough to make about 50 plugs.)
Special Purchased Columns

1631001-018 GWK-AI1631001-018 Wench, Tubing, ¥4" for LDV connections U

1464000-001 GWK-AI1464000-001 Column, 4.6 ft. Carbopack B HT 100, 40/60, 1/8" Teflon 0.14 U
**Please note 2 are needed for 9 foot column

1464003-006 GWK-AI1464003-006 Column, Capillary, FSOT, (Glass), Methyl Silicone, 0.53 ID, 1.0 Film, 0.25 U
50 M

1464003-007 GWK-AI1464003-007 Column, Capillary, FSOT, (Glass), Methyl Silicone, 0.53 ID, 1.0 Film, 0.17 U
0™

1464004-001 GWK-AI1464004-001 Column, Capillary, FSOT, (Glass) SPB-1,(Methyl Silicone) 0.53 ID, U
1.5 Film, 60 M

1466000-001 GWK-AI1466000-001 Column, Kit (#5) Capillary; for use with Valco valves U

1464003-061 GWK-AI1464003-061 Column, Capillary, FSOT, (Glass), Methyl Silicone, 0.53 ID, 0.5 Film, U
0™

1464003-062 GWK-AI1464003-062 Column, Capillary, FSOT, (Glass), Methyl Silicone, 0.53 ID, 0.5 Film, U
15M

1464003-063 GWK-AI1464003-063 Column, Capillary, FSOT, (Glass), Methyl Silicone, 0.53 ID, 0.5 Film, U
25M

1464003-064 GWK-AI1464003-064 Column, Capillary, FSOT, (Glass), Methyl Silicone, 0.53 ID, 0.5 Film, U
30M

1464003-065 GWK-AI1464003-065 Column, Capillary, FSOT, (Glass), Methyl Silicone, 0.53 ID, 0.5 Film, U
50 M

1464003-066 GWK-AI1464003-066 Column, Capillary, FSOT, (Glass), Methyl Silicone, 0.53 ID, 0.5 Film, U
60 M

1464003-067 GWK-AI1464003-067 Column, Capillary, FSOT, (Glass), Methyl Silicone, 0.53 ID, 1.0 Film, U
0™

1464003-068 GWK-AI1464003-068 Column, Capillary, FSOT, (Glass), Methyl Silicone, 0.53 ID, 1.0 Film, U
15M™M

1464003-069 GWK-AI1464003-069 Column, Capillary, FSOT, (Glass), Methyl Silicone, 0.53 ID, 1.0 Film, U
25M

1464003-070 GWK-AI1464003-070 Column, Capillary, FSOT, (Glass), Methyl Silicone, 0.53 ID, 1.0 Film, U
30M

1464003-071 GWK-AI1464003-071 Column, Capillary, FSOT, (Glass), Methyl Silicone, 0.53 ID, 1.0 Film, U

50 M
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1464003-072 GWK-AI1464003-072 Column, Capillary, FSOT, (Glass), Methyl Silicone, 0.53 ID, 1.0 Film, 0.31 U
1464003-073 GWK-AI1464003-073 ?:?JI’\Lfmn, Capillary, FSOT, (Glass), Methyl Silicone, 0.53 ID, 3.0 Film, U
1464003-074 GWK-AI1464003-074 é?)lhljlmn, Capillary, FSOT, (Glass), Methyl Silicone, 0.53 ID, 3.0 Film, 0.16 U
1464003-075 GWK-AI1464003-075 é?)lhtfmn, Capillary, FSOT, (Glass), Methyl Silicone, 0.53 ID, 3.0 Film, U
1464003-076 GWK-AI1464003-076 ?:ilhtfmn, Capillary, FSOT, (Glass), Methyl Silicone, 0.53 ID, 3.0 Film, U
1464003-077 GWK-AI1464003-077 g?)lhlfmn, Capillary, FSOT, (Glass), Methyl Silicone, 0.53 ID, 3.0 Film, 0.26 U
1464003-078 GWK-AI1464003-078 ?:?JI’\Lfmn, Capillary, FSOT, (Glass), Methyl Silicone, 0.53 ID, 3.0 Film, U
1464003-079 GWK-AI1464003-079 ?:?JI’\Lfmn, Capillary, FSOT, (Glass), Methyl Silicone, 0.53 ID, 5.0 Film, U
1464003-080 GWK-AI1464003-080 é?)lhtfmn, Capillary, FSOT, (Glass), Methyl Silicone, 0.53 ID, 5.0 Film, U
1464003-081 GWK-AI1464003-081 é?)lhtfmn, Capillary, FSOT, (Glass), Methyl Silicone, 0.53 ID, 5.0 Film, U
1464003-082 GWK-AI1464003-082 ?:ilhtfmn, Capillary, FSOT, (Glass), Methyl Silicone, 0.53 ID, 5.0 Film, U
1464003-083 GWK-AI1464003-083 E?JI’\Lfmn, Capillary, FSOT, (Glass), Methyl Silicone, 0.53 ID, 5.0 Film, U
1464003-084 GWK-AI1464003-084 ?:?JI’\Lfmn, Capillary, FSOT, (Glass), Methyl Silicone, 0.53 ID, 5.0 Film, U
1464003-085 GWK-AI1464003-085 g?)lhlfmn, Capillary, FSOT, (Glass), 624, 0.53 ID, 3.0 Film, 30 M U
1464003-086 GWK-AI1464003-086  Column, Capillary, FSOT, (Glass), 624, 0.53 ID, 3.0 Film, 60 M u
1464003-087 GWK-AI1464003-087 Column, Capillary, FSOT, (Glass), Carbowax, 0.53 ID, 1.0 Film, 10 M U
1464003-088 GWK-AI1464003-088 Column, Capillary, FSOT, (Glass), Carbowax, 0.53 ID, 1.0 Film, 15 M U
1464003-089 GWK-AI1464003-089 Column, Capillary, FSOT, (Glass), Carbowax, 0.53 ID, 1.0 Film, 25 M U
1464003-090 GWK-AI1464003-090 Column, Capillary, FSOT, (Glass), Carbowax, 0.53 ID, 1.0 Film, 30 M U
1464003-091 GWK-AI1464003-091 Column, Capillary, FSOT, (Glass), Carbowax, 0.53 ID, 1.0 Film, 50 M 0.28 U
1464003-092 GWK-AI1464003-092 Column, Capillary, FSOT, (Glass), Carbowax, 0.53 ID, 1.0 Film, 60 M U
1464003-093 GWK-AI1464003-093 Column, Capillary, FSOT, (Glass), Carbowax, 0.53 ID, 3.0 Film, 50 M U
1464003-094 GWK-AI1464003-094 Column, Capillary, FSOT, (Glass), FFAP (C-Wax-DA), 0.53 ID, 1.0 U
Film, 10 M

03- 2007 GC Spares, Master Global Price List (2006-07-03) No Price.xls Columns; Page 2 of 20 Rev: (See above); Printed: 5/14/2007



Siemens Applied Automation
Gas Chromatograph
Master Spare Parts List

Form Revision: 3 July 2006

Part Number (US) Part Number (EU) Other Information Weight kg. SN & Kit Ann'l Min. Loc

Warr'y Qty Rate Qty

1464003-095 GWK-AI1464003-095 Column, Capillary, FSOT, (Glass), FFAP (C-Wax-DA), 0.53 ID, 1.0

c

1464003-096 GWK-AI1464003-096 Column, GS-Q PLOT, 0.53 1D, 30 M U
1464003-097 GWK-AI1464003-097 Column, GS-Molesieve PLOT, 0.53 ID, 30 M U
1464003-098 GWK-AI1464003-098 Column, 50 foot x 0.20" Dia. BMEA SCOT, SST tubing 0.30 U
1464003-116 GWK-AI1464003-116 Column, 0.25 ID - 0.5 uM, 100 meter Petrocol DH U
1464003-103 GWK-AI1464003-103 Column, MXT-1, SST, 0.53 ID, 0.25 um, 10 M, (Isothermal Oven) U
1464003-016 GWK-AI1464003-016 Column, MXT-1, SST, 0.53 ID, 0.5 um, 10 M, (Isothermal Oven) U
1464003-017 GWK-AI1464003-017 Column, MXT-1, SST, 0.53 ID, 0.5 um, 15 M, (Isothermal Oven) U
1464003-018 GWK-AI1464003-018 Column, MXT-1, SST, 0.53 ID, 0.5 um, 25 M, (Isothermal Oven) U
1464003-019 GWK-AI1464003-019 Column, MXT-1, SST, 0.53 ID, 0.5 um, 30 M, (Isothermal Oven) U
1464003-020 GWK-AI1464003-020 Column, MXT-1, SST, 0.53 ID, 0.5 um, 50 M, (Isothermal Oven) U
1464003-021 GWK-AI1464003-021 Column, MXT-1, SST, 0.53 ID, 0.5 um, 60 M, (Isothermal Oven) U
1464003-008 GWK-AI1464003-008 Column, MXT-1, SST, 0.53 ID, 1.0 um, 5 M, (Isothermal Oven) 0.19 U
1464003-010 GWK-AI1464003-010 Column, MXT-1, SST, 0.53 ID, 1.0 um, 10 M, (Isothermal Oven) U
1464003-011 GWK-AI1464003-011 Column, MXT-1, SST, 0.53 ID, 1.0 um, 15 M, (Isothermal Oven) U
1464003-012 GWK-AI1464003-012 Column, MXT-1, SST, 0.53 ID, 1.0 um, 25 M, (Isothermal Oven) U
1464003-013 GWK-AI1464003-013 Column, MXT-1, SST, 0.53 ID, 1.0 um, 30 M, (Isothermal Oven) 0.22 U
1464003-014 GWK-AI1464003-014 Column, MXT-1, SST, 0.53 ID, 1.0 um, 50 M, (Isothermal Oven) U
1464003-015 GWK-AI1464003-015 Column, MXT-1, SST, 0.53 ID, 1.0 um, 60 M, (Isothermal Oven) 0.28 U
1464003-022 GWK-AI1464003-022 Column, MXT-1, SST, 0.53 ID, 1.5 um, 10 M, (Isothermal Oven) U
1464003-023 GWK-AI1464003-023 Column, MXT-1, SST, 0.53 ID, 1.5 um, 15 M, (Isothermal Oven) U
1464003-024 GWK-AI1464003-024 Column, MXT-1, SST, 0.53 ID, 1.5 um, 25 M, (Isothermal Oven) U
1464003-025 GWK-AI1464003-025 Column, MXT-1, SST, 0.53 ID, 1.5 um, 30 M, (Isothermal Oven) U
1464003-026 GWK-AI1464003-026 Column, MXT-1, SST, 0.53 ID, 1.5 um, 50 M, (Isothermal Oven) U
1464003-027 GWK-AI1464003-027 Column, MXT-1, SST, 0.53 ID, 1.5 um, 60 M, (Isothermal Oven) U
1464003-009 GWK-AI1464003-009 Column, MXT-1, SST, 0.53 ID, 3.0 um, 5 M, (Isothermal Oven) U
1464003-028 GWK-AI1464003-028 Column, MXT-1, SST, 0.53 ID, 3.0 um, 10 M, (Isothermal Oven) 0.19 U
1464003-029 GWK-AI1464003-029 Column, MXT-1, SST, 0.53 ID, 3.0 um, 15 M, (Isothermal Oven) U
1464003-030 GWK-AI1464003-030 Column, MXT-1, SST, 0.53 ID, 3.0 um, 25 M, (Isothermal Oven) U
1464003-031 GWK-AI1464003-031 Column, MXT-1, SST, 0.53 ID, 3.0 um, 30 M, (Isothermal Oven) U
1464003-032 GWK-AI1464003-032 Column, MXT-1, SST, 0.53 ID, 3.0 um, 50 M, (Isothermal Oven) U
1464003-033 GWK-AI1464003-033 Column, MXT-1, SST, 0.53 ID, 3.0 um, 60 M, (Isothermal Oven) U
1464003-034 GWK-AI1464003-034 Column, MXT-1, SST, 0.53 ID, 5.0 um, 10 M, (Isothermal Oven) U
1464003-035 GWK-AI1464003-035 Column, MXT-1, SST, 0.53 ID, 5.0 um, 15 M, (Isothermal Oven) U
1464003-036 GWK-AI1464003-036 Column, MXT-1, SST, 0.53 ID, 5.0 um, 25 M, (Isothermal Oven) U
1464003-037 GWK-AI1464003-037 Column, MXT-1, SST, 0.53 ID, 5.0 um, 30 M, (Isothermal Oven) U
1464003-038 GWK-AI1464003-038 Column, MXT-1, SST, 0.53 ID, 5.0 um, 50 M, (Isothermal Oven) U
1464003-039 GWK-AI1464003-039 Column, MXT-1, SST, 0.53 ID, 5.0 um, 60 M, (Isothermal Oven) U
1464003-119 GWK-AI1464003-119 Column, .28 ID-0.5um, 50 meter MXT-5 0.20 U
1464003-120 GWK-AI1464003-120 Column, .28 ID-0.5um, 30 meter MXT-5 0.20 U
1464003-131 GWK-AI1464003-131 Column, .53 ID - 1.0um, 30M (10 & 20) MXT-5 U
1464003-040 GWK-AI1464003-040 Column, MXT-1, SST, 0.53 ID, 0.5 um, 5 M, (PTGC Oven) U
1464003-041 GWK-AI1464003-041 Column, MXT-1, SST, 0.53 ID, 1.0 um, 5 M, (PTGC Oven) U
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1464003-101 GWK-AI1464003-101 Column, MXT-1, SST, 0.53 ID, 1.0 um, 30 M, (PTGC Oven) U
1464003-060 GWK-AI1464003-060 Column, MXT-1, SST, 0.53 ID, 1.0 um, 50 M, (PTGC Oven) U
1464003-100 GWK-AI1464003-100 Column, MXT-1, SST, 0.53 ID, 1.0 um, 60 M, (PTGC Oven) U
1464003-044 GWK-AI1464003-044 Column, MXT-1, SST, 0.53 ID, 1.5 um, 60 M, (PTGC Oven) 0.26 U
1464003-042 GWK-AI1464003-042 Column, MXT-1, SST, 0.53 ID, 3.0 um, 5 M, (PTGC Oven) U
1464003-043 GWK-AI1464003-043 Column, MXT-1, SST, 0.53 ID, 5.0 um, 10 M, (PTGC Oven) 0.17 U
1464003-047 GWK-AI1464003-047 Column, MXT-Wax, SST, 0.53 ID, 1.0 um, 10 M, (Isothermal Oven) U
1464003-048 GWK-AI1464003-048 Column, MXT-Wax, SST, 0.53 ID, 1.0 um, 15 M, (Isothermal Oven) 0.22 U
1464003-049 GWK-AI1464003-049 Column, MXT-Wax, SST, 0.53 ID, 1.0 um, 25 M, (Isothermal Oven) 0.21 U
1464003-050 GWK-AI1464003-050 Column, MXT-Wax, SST, 0.53 ID, 1.0 um, 30 M, (Isothermal Oven) U
1464003-051 GWK-AI1464003-051 Column, MXT-Wax, SST, 0.53 ID, 1.0 um, 50 M, (Isothermal Oven) 0.26 U
1464003-052 GWK-AI1464003-052 Column, MXT-Wax, SST, 0.53 ID, 1.0 um, 60 M, (Isothermal Oven) 0.26 U
1464003-099 GWK-AI1464003-099 Column, MXT-Wax, SST, 0.53 ID, 3.0 um, 30 M, (Isothermal Oven) U
1464003-053 GWK-AI1464003-053 Column, MXT-Wax, SST, 0.53 ID, 3.0 um, 50 M, (Isothermal Oven) 0.26 U
1464003-110 GWK-AI1464003-110 Column, MXT-Wax, 0.53 ID, 1.5 um, 30M U
1464003-054 GWK-AI1464003-054 Column, MXT-FFAP, SST, 0.53 ID, 1.0 um, 5 M, (Isothermal Oven) U
1464003-055 GWK-AI1464003-055 Column, MXT-FFAP, SST, 0.53 ID, 1.5 um, 5 M, (Isothermal Oven) U
1464003-056 GWK-AI1464003-056 Column, MXT-FFAP, SST, 0.53 ID, 3.0 um, 5 M, (Isothermal Oven) U
1464003-057 GWK-AI1464003-057 Column, MXT-FFAP, SST, 0.53 ID, 1.0 um, 10 M, (Isothermal Oven) U
1464003-058 GWK-AI1464003-058 Column, MXT-FFAP, SST, 0.53 ID, 1.0 um, 15 M, (Isothermal Oven) U
1464003-045 GWK-AI1464003-045 Column, MXT-624, SST, 0.53 ID, 3.0 um, 30 M, (Isothermal Oven) U
1464003-046 GWK-AI1464003-046 Column, MXT-624, SST, 0.53 ID, 3.0 um, 60 M, (Isothermal Oven) U
1464003-059 GWK-AI1464003-059 Column, MXT-1301, SST, 0.53 ID, 3.0 um, 30 M, (Isothermal Oven) U
1464003-102 GWK-AI1464003-102 Column, MXT-1301, SST, 0.53 ID, 3.0 um, 50 M, (Isothermal Oven) U
1464003-104 GWK-AI1464003-104 Column, MXT-1701, SST, 0.53 ID, 1.5 um, 30 M, (Isothermal Oven) U
1464003-105 GWK-AI1464003-105 Column, MXT-1701, SST, 0.53 ID, 1.5 um, 60 M, (Isothermal Oven) U
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1464003-106 GWK-AI1464003-106 Not available;replaced by upgrade. Use 1464003-096. 0.30 ]
(Column, 0.53 1D, 30 Meter MXT-Q PLOT)
C61590 GWK-AIC61590 Column, Bentone 34 + DDP Phase, 50 Ft., .020" Dia., (0009-7823), 0.30 U
Stock
C61592 GWK-AIC61592 Column, Squalane Phase, 50 Ft., .020" Dia., (0009-0362), Stock 0.57 U
C61593 GWK-AIC61593 Column, TCEP Phase, 50 Ft., .020" Dia., (0009-7813), Stock 0.29 U
Custom Built Columns per customer specified length
** Refer to Index (page i) for pricing
CoOL1001 GWK-AICOL1001 Column, 20% Aconitate 60/80 Chrom P Custom column price ** U
COL1002 GWK-AICOL1002 Column, 20% Aconitate 80/100 Chrom P Custom column price ** U
COL1003 GWK-AICOL1003 Column, 20% Aconitate 100/120 Chrom P Custom column price ** U
COL1004 GWK-AICOL1004 Column, 20% Aconitate 100/120 Chrom 750 Custom column price ** U
COL1005 GWK-AICOL1005 Column, 20% Aconitate 120/140 Chrom G Custom column price ** U
COL1006 GWK-AICOL1006 Column, 30% Aconitate 60/80 Chrom P Custom column price ** U
coL1007 GWK-AICOL1007 Column, 30% Aconitate 80/100 Chrom P Custom column price ** U
COL1008 GWK-AICOL1008 Column, 10% Aconitate 80/100 Chrom P Custom column price ** U
COL1009 GWK-AICOL1009 Column, 20% Aconitate 100/120 Chrom P AW DMCS Custom column price ** U
coL1010 GWK-AICOL1010 Column, 10% Aconitate 100/120 Chrom P Custom column price ** U
COL1011 GWK-AICOL1011 Column, 20% Aconitate 80/100 Chrom P AW Custom column price ** U
COL1016 GWK-AICOL1016 Column, AGMP 50/100 with Silver Nitrate, (ESSO Sarnia Only) Custom column price ** U
COL1017 GWK-AICOL1017 Column, 2% Apiezon-L 80/100 Chrom G Custom column price ** U
COL1018 GWK-AICOL1018 Column, 10% Apiezon-L 80/100 Chrom P Custom column price ** U
COL1019 GWK-AICOL1019 Column, 10% Apiezon-L 80/100 Chrom 750 Custom column price ** U
COL1020 GWK-AICOL1020 Column, 15% Apiezon-L 80/100 Chrom P Custom column price ** U
COL1021 GWK-AICOL1021 Column, 20% Apiezon-L 80/100 Chrom P Custom column price ** U
COL1022 GWK-AICOL1022 Column, 10% Apiezon-L 100/120 Chrom W HP Custom column price ** U
COL1023 GWK-AICOL1023 Column, 10% Apiezon-L 2% KOH 100/120 Chrom W HP Custom column price ** U
COL1027 GWK-AICOL1027 Column, 5% Apolane 87 80/100 Chrom 750 Custom column price ** U
COL1028 GWK-AICOL1028 Column, 10% Apolane 87 80/100 Chrom 750 Custom column price ** U
COL1034 GWK-AICOL1034 Column, 1% BEEA 80/100 Porasil C Custom column price ** U
COL1035 GWK-AICOL1035 Column, 2% BEEA 80/100 Porasil C Custom column price ** U
COL1036 GWK-AICOL1036 Column, 5% BEEA 80/100 Chrom P Custom column price ** U
COL1037 GWK-AICOL1037 Column, 10% BEEA 80/100 Chrom P Custom column price ** U
COL1038 GWK-AICOL1038 Column, 10% BEEA 100/120 Chrom P Custom column price ** U
COL1039 GWK-AICOL1039 Column, 15% BEEA 80/100 Chrom P Custom column price ** U
COL1040 GWK-AICOL1040 Column, 20% BEEA 80/100 Chrom P Custom column price ** U
COL1041 GWK-AICOL1041 Column, 20% BEEA 100/120 Chrom P Custom column price ** U
COL1042 GWK-AICOL1042 Column, 30% BEEA 60/80 Chrom P Custom column price ** U
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COL1043 GWK-AICOL1043 Column, 30% BEEA 80/100 Chrom P Custom column price ** U

COL1044 GWK-AICOL1044 Column, 30% BEEA 80/100 Chrom P AW Custom column price ** U

COL1045 GWK-AICOL1045 Column, 30% BEEA 80/100 Chrom P AW DMCS Custom column price ** U

COL1046 GWK-AICOL1046 Column, 30% BEEA 100/120 Chrom P Custom column price ** U

coL1047 GWK-AICOL1047 Column, 30% BEEA 80/100 Chrom G Custom column price ** U

COL1048 GWK-AICOL1048 Column, 20% BEEA 80/100 Chrom P AW Custom column price ** U

COL1049 GWK-AICOL1049 Column, 25% BEEA, 80/100 Chrom P AW DMCS Custom column price ** U

COL1050 GWK-AICOL1050 Column, 25% BEEA 80/100 Chrom P Custom column price ** U

COL1051 GWK-AICOL1051 Column, 30% BEEA 80/100 Chrom PS Custom column price ** U

COL1052 GWK-AICOL1052 Column, 30WT% BEEA 100/120 Chrom P Custom column price ** U

COL1056 GWK-AICOL1056 Column, 0.375% Diisodecylphthale, (DIDP) 1% Bentone 34 80/100  Custom column price ** U
Chrom G

COL1057 GWK-AICOL1057 Column, 0.0625% Diisodecylphthale, (DIDP) 1% Bentone 34 80/100 Custom column price ** U
Chrom G

COL1058 GWK-AICOL1058 Column, 0.5% Diisodecylphthale, (DIDP) 1% Bentone 34 80/100 Custom column price ** U
Chrom P

COL1059 GWK-AICOL1059 Column, 0.5% Diisodecylphthale, (DIDP) 1% Bentone 34 80/100 Custom column price ** U
Chrom G

COL1060 GWK-AICOL1060 Column, 1% Diisodecylphthale, (DIDP) 1% Bentone 34 80/100 Custom column price ** U
Chrom G

COL1061 GWK-AICOL1061 Column, 1% Diisodecylphthale, (DIDP) 2% Bentone 34 80/100 Custom column price ** U
Chrom 750

COL1062 GWK-AICOL1062 Column, 1% Diisodecylphthale, (DIDP) 2% Bentone 34 80/100 Custom column price ** U
Chrom G

COL1063 GWK-AICOL1063 Column, 1% Diisodecylphthale, (DIDP) 2% Bentone 34 80/100 Custom column price ** U
Chrom P

COL1064 GWK-AICOL1064 Column, 1% OV-225 2% Bentone 34 80/100 Chrom G Custom column price ** U

COL1065 GWK-AICOL1065 Column, 3% DC-550 2% Bentone 34 80/100 Chrom W Custom column price ** U

COL1066 GWK-AICOL1066 Column, 2% Diisodecylphthale, (DIDP) 4% Bentone 34 80/100 Custom column price ** U
Chrom G

COL1067 GWK-AICOL1067 Column, 2% Diisodecylphthale, (DIDP) 4% Bentone 34 80/100 Chrom Custom column price ** U
P

COL1068 GWK-AICOL1068 Column, 2% Diisodecylphthale, (DIDP) 5% Bentone 34 80/100 Custom column price ** U
Chrom G

COL1069 GWK-AICOL1069 Column, 5% Diisodecylphthale, (DIDP) 5% Bentone 34 80/100 Custom column price ** U
Chrom P

COL1070 GWK-AICOL1070 Column, 1% Diisodecylphthale, (DIDP) 2% Bentone 34 80/100 Custom column price ** U
Chrom P AW

CcoL1071 GWK-AICOL1071 Column, .19% DIDP 1% Bentone 34 80/100 Chrom G Custom column price ** U

COL1080 GWK-AICOL1080 Column, 10% BIS-2-N-Butoxyethyl Phthalate 80/200 Chrom P Custom column price ** U

COL1081 GWK-AICOL1081 Column, 10% BIS-2 Methoxyethyl Phthalate 80/100 Chrom P Custom column price ** U

COL1082 GWK-AICOL1082 Column, 10% BIS-2-Ethoxyethyl Phthalate 80/100 Chrom P Custom column price ** U

COL1083 GWK-AICOL1083 Column, 10% BMEE 80/100 Chrom P Custom column price ** U

COL1084 GWK-AICOL1084 Column, 15% BIS-2-Methoxyethyl Phthalate 80/100 Chrom P Custom column price ** U
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COL1091 GWK-AICOL1091 Column, 30% BMEA 100/120 Chrom PS Custom column price ** U
COL1092 GWK-AICOL1092 Column, 20% BMEA 80/100 Chrom P Custom column price ** U
COL1093 GWK-AICOL1093 Column, 30% BMEA 45/60 Chrom P Custom column price ** U
COL1094 GWK-AICOL1094 Column, 30% BMEA 80/100 Chrom P Custom column price ** U
COL1097 GWK-AICOL1097 Column, 20% BMEE 80/100 Chrom P Custom column price ** U
COL1100 GWK-AICOL1100 Column, 30% Butoxyethyl Phthalate 80/100 Chrom P Custom column price ** ]
COL1102 GWK-AICOL1102 Column, Carbopack B HT 100 40/60 Custom column price ** U
COL1106 GWK-AICOL1106 Column, Chromosorb 103 80/100 Custom column price ** U
coL1107 GWK-AICOL1107 Column, Chromosorb 102 80/100 Custom column price ** U
CcoOL1108 GWK-AICOL1108 Column, Chromosorb 101 80/100 Custom column price ** U
COL1109 GWK-AICOL1109 Column, Chromosorb 103 100/120 Custom column price ** U
CcoL1110 GWK-AICOL1110 Column, Chromosorb 104 80/100, Custom column price ** U
(Not Available use Hayesep T)
COL1111 GWK-AICOL1111 Column, Chromosorb 105 AW 80/100 Custom column price ** U
CoOL1112 GWK-AICOL1112 Column, Chromosorb 750 80/100 Custom column price ** U
COL1113 GWK-AICOL1113 Column, Chromosorb 750 100/120 Custom column price ** U
COL1116 GWK-AICOL1116 Column, Chromosorb A 20/30 Custom column price ** U
CcoOL1117 GWK-AICOL1117 Column, Chromosorb G 60/80 Custom column price ** U
COL1118 GWK-AICOL1118 Column, Chromosorb G 80/100 Custom column price ** U
COL1119 GWK-AICOL1119 Column, Chromosorb G 120/140 Custom column price ** U
CoOL1120 GWK-AICOL1120 Column, Chromosorb P AW DMCS 80/100 Custom column price ** U
COL1121 GWK-AICOL1121 Column, Chromosorb P HMDS 80/100 Custom column price ** U
COL1122 GWK-AICOL1122 Column, Chromosorb P 100/120 Custom column price ** U
COL1123 GWK-AICOL1123 Column, Chromosorb RZ 100/120 Custom column price ** U
COL1124 GWK-AICOL1124 Column, Chromosorb T 40/60 Custom column price ** U
COL1125 GWK-AICOL1125 Column, Chromosorb W AW 80/100 Custom column price ** U
coL1127 GWK-AICOL1127 Column, Chromosorb G NAW 60/80 Custom column price ** U
COL1130 GWK-AICOL1130 Column, Cromosil 310 (PRE-MADE) Custom column price ** U
COL1133 GWK-AICOL1133 Column, Carboxen 1000 60/80 Custom column price ** U
COL1138 GWK-AICOL1138 Column, 25% C-Wax 20M 80/100 Chrom W AW Custom column price ** U
COL1139 GWK-AICOL1139 Column, 5% C-Wax 20M 80/100 Chrom 750 Custom column price ** U
COL1140 GWK-AICOL1140 Column, 1% C-Wax 20M + 30% TCEP 80/100 Chrom P Custom column price ** U
COL1141 GWK-AICOL1141 Column, 0.3% C-Wax 20M + 0.1% H3P04 60/80, Custom column price ** U
CARBOPACK C "ONLY"
COL1142 GWK-AICOL1142 Column, 1% C-Wax 20M TPA 80/100 Chrom W Custom column price ** U
COL1143 GWK-AICOL1143 Column, 1% C-Wax 20M 80/120 Carbopack B Custom column price ** U
COL1144 GWK-AICOL1144 Column, 2% C-Wax 20M 80/100 Porapak R Custom column price ** U
COL1145 GWK-AICOL1145 Column, 2% C-Wax 20M 100/120 Hayesep Q Custom column price ** U
COL1146 GWK-AICOL1146 Column, 2.5% C-Wax 20M TPA 80/100 Chrom P Custom column price ** U
COL1147 GWK-AICOL1147 Column, 5% C-Wax 20M TPA 80/100 Chrom G Custom column price ** U
COL1148 GWK-AICOL1148 Column, 5% C-Wax 20M TPA 80/100 Chrom P Custom column price ** U
COL1149 GWK-AICOL1149 Column, 5% C-Wax 20M TPA 80/100 Chrom W Custom column price ** U
COL1150 GWK-AICOL1150 Column, 10% C-Wax 20M 40/60 Chrom T Custom column price ** U
COL1151 GWK-AICOL1151 Column, 10% C-Wax 20M 80/100 Chrom G Custom column price ** U
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COL1152 GWK-AICOL1152 Column, 10% C-Wax 20M 80/100 Porasil C Custom column price ** U
COL1153 GWK-AICOL1153 Column, 10% C-Wax 20M + 2% KOH 80/100 Chrom 750 Custom column price ** U
COL1154 GWK-AICOL1154 Column, 10% C-Wax 20M TPA 40/60 Chrom T Custom column price ** U
COL1155 GWK-AICOL1155 Column, 10% C-Wax 20M TPA 80/100 Chrom G Custom column price ** U
COL1156 GWK-AICOL1156 Column, 10% C-Wax 20M TPA 80/100 Chrom P Custom column price ** U
COL1157 GWK-AICOL1157 Column, 10% C-Wax 20M TPA 80/100 Chrom W Custom column price ** U
COL1158 GWK-AICOL1158 Column, 10% C-Wax 20M TPA + 2% KOH 80/100 Chrom G Custom column price ** U
COL1160 GWK-AICOL1160 Column, 15% C-Wax 20M TPA 60/80 Chrom P Custom column price ** U
coL1161 GWK-AICOL1161 Column,15% C-Wax 20M TPA 80/100 Chrom G Custom column price ** U
COL1162 GWK-AICOL1162 Column, 20% C-Wax 20M 80/100 Chrom 101 Custom column price ** U
CcoOL1163 GWK-AICOL1163 Column, 20% C-Wax 20M TPA 80/100 Chrom G Custom column price ** U
COL1164 GWK-AICOL1164 Column, 20% C-Wax 20M TPA 80/100 Chrom P Custom column price ** U
COL1165 GWK-AICOL1165 Column, 20% C-Wax 20M TPA 80/100 Chrom 750 Custom column price ** U
COL1166 GWK-AICOL1166 Column, 30% C-Wax 20M 80/100 Chrom P Custom column price ** U
coL1167 GWK-AICOL1167 Column, 30% C-Wax 20M TPA 80/100 Chrom P Custom column price ** U
COL1168 GWK-AICOL1168 Column, 30% C-Wax 20M TPA 80/100 Porapak Q Custom column price ** ]
COL1169 GWK-AICOL1169 Column, 50% C-Wax 20M TPA 80/100 Chrom P Custom column price ** U
COL1170 GWK-AICOL1170 Column, 6.6% C-Wax 20M 80/120 Carbopak B, Custom column price ** U
(Replaced with COL1240)
COoL1171 GWK-AICOL1171 Column, 10% C-Wax 20M 80/100 Chrom W AW DMCS Custom column price ** U
COL1172 GWK-AICOL1172 Column, 10% C-Wax 20M 80/100 Chrom 750 Custom column price ** U
COL1173 GWK-AICOL1173 Column, 4% C-Wax 20M + 8% KOH Carbopack B 60/80 Custom column price ** ]
COL1174 GWK-AICOL1174 Column, 10% C-Wax 20M 80/100 Chrom P Custom column price ** U
COL1175 GWK-AICOL1175 Column, 20% C-Wax 20M 80/100 Chrom P Custom column price ** U
COL1176 GWK-AICOL1176 Column, 10% C-Wax 20M TPA 80/100 Chrom 750 Custom column price ** U
COL1177 GWK-AICOL1177 Column, 5% C-Wax 20M 20% DC 704 80/100 Chrom P Custom column price ** U
COL1178 GWK-AICOL1178 Column, 20% C-Was 20M 100/120 Hayesep Q Custom column price ** U
COL1179 GWK-AICOL1179 Column, 1% C-Wax 1000 80/100 Porasil C Custom column price ** U
coL1180 GWK-AICOL1180 Column, 1% C-Wax 1000 80/100 Porasil B Custom column price ** U
CcoOL1181 GWK-AICOL1181 Column, 2% C-Wax 1000 80/100 Porasil A Custom column price ** U
coL1182 GWK-AICOL1182 Column, 2.5% C-Wax 1000 80/100 Porasil C Custom column price ** U
CcOoL1183 GWK-AICOL1183 Column, 5% C-Wax 1000 80/100 Chrom P Custom column price ** U
CcoOL1184 GWK-AICOL1184 Column, 5% C-Wax 1000 80/100 Chrom W AW Custom column price ** U
CcoOL1185 GWK-AICOL1185 Column, 5% C-Wax 1000 + 5% DC-200 80/100 Chrom P Custom column price ** U
COL1186 GWK-AICOL1186 Column, 5% C-Wax 1000 + 10% DC-200 80/100 Chrom G Custom column price ** U
coL1187 GWK-AICOL1187 Column, 5% C-Wax 1000 + 10% DC-200 80/100 Chrom P Custom column price ** U
coL1188 GWK-AICOL1188 Column, 5% C-Wax 1000 + 20% DC-704 80/100 Chrom P Custom column price ** U
COL1189 GWK-AICOL1189 Column, 5% C-Wax 1000 + 20% TCEP 80/100 Chrom P Custom column price ** U
COL1190 GWK-AICOL1190 Column, 10% C-Wax 1000 60/80 Fluropak 80 Custom column price ** U
COL1191 GWK-AICOL1191 Column, 10% C-Wax 1000 80/100 Chrom P Custom column price ** U
COL1192 GWK-AICOL1192 Column, 10% C-Wax 1000 80/100 Porapak Q Custom column price ** U
COL1193 GWK-AICOL1193 Column, 10% C-Wax 1000 80/100 Porasil C Custom column price ** U
COL1194 GWK-AICOL1194 Column, 15% C-Wax 1000 80/100 Chrom P Custom column price ** U
COL1195 GWK-AICOL1195 Column, 20% C-Wax 1000 80/100 Chrom P Custom column price ** U
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COL1196
COL1197
COL1198
COL1199
COL1200
COL1201
COL1202
COL1203
COL1204
COL1205
COL1210
CoL1211
COL1212
COL1213
COL1214
COL1215
COL1216
CoL1217
COL1218
COL1219
COL1220
CoL1221
COL1222
COL1223
COL1224
COL1225
COL1226
COL1227
COL1228
COL1229
COL1230
COL1231
COL1232
COL1233
COL1234
COL1235
COL1240
COL1241
COL1242
COL1243
COL1244
COL1245
COL1246
COL1247
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GWK-AICOL1196
GWK-AICOL1197
GWK-AICOL1198
GWK-AICOL1199
GWK-AICOL1200
GWK-AICOL1201
GWK-AICOL1202
GWK-AICOL1203
GWK-AICOL1204
GWK-AICOL1205
GWK-AICOL1210
GWK-AICOL1211
GWK-AICOL1212
GWK-AICOL1213
GWK-AICOL1214
GWK-AICOL1215
GWK-AICOL1216
GWK-AICOL1217
GWK-AICOL1218
GWK-AICOL1219
GWK-AICOL1220
GWK-AICOL1221
GWK-AICOL1222
GWK-AICOL1223
GWK-AICOL1224
GWK-AICOL1225
GWK-AICOL1226
GWK-AICOL1227
GWK-AICOL1228
GWK-AICOL1229
GWK-AICOL1230
GWK-AICOL1231
GWK-AICOL1232
GWK-AICOL1233
GWK-AICOL1234
GWK-AICOL1235
GWK-AICOL1240
GWK-AICOL1241
GWK-AICOL1242
GWK-AICOL1243
GWK-AICOL1244
GWK-AICOL1245
GWK-AICOL1246
GWK-AICOL1247

Column, 20% C-Wax 1000 + 2% KOH 80/100 Chrom P
Column, 30% C-Wax 1000 80/100 Chrom P

Column, 40% C-Wax 1000 60/80 Chrom A

Column, 40% C-Wax 1000 60/80 Chrom P

Column, 40% C-Wax 1000 80/100 Chrom P

Column, 1% C-Wax 20M 20% OV-101 100/120 Chrom RZ
Column, 5% C-Wax 20M 10% Arconitate 80/100 Chrom P
Column, 40% C-Wax, 20M 80/100 Chrom P

Column, 5% C-Wax, 20M 60/80 Chrom G AW DMCS
Column, 20% C-Wax 400 80/100 Chrom P AW DMCS
Column, 10WT% C-Wax 20M Chrom 750 100/120
Column, 2% C-Wax 1500 80/100 Chrom 750

Column, 2% C-Wax 1500 + 10% OV-7 80/100 Chrom 750
Column, 3% C-Wax 1500 80/100 Porapak Q

Column, 5% C-Wax 1500 80/100 Chrom P

Column, 5% C-Wax 1500 + 5% DC-200 80/100 Chrom P
Column, 5% C-Wax 1500 + 20% DC-200 80/100 Chrom P
Column, 5% C-Wax 1500 + 5% DC-704 80/100 Chrom P
Column, 10% C-Wax 1500 40/60 Chrom T

Column, 10% C-Wax 1500 60/80 Chrom P

Column, 10% C-Wax 1500 80/100 Chrom G

Column, 10% C-Wax 1500 80/100 Chrom P

Column, 10% C-Wax 1500 100/120 Chrom P

Column, 15% C-Wax 1500 80/100 Chrom G

Column, 20% C-Wax 1500 80/100 Chrom G

Column, 20% C-Wax 1500 80/100 Chrom P

Column, 20% C-Wax 1500 80/100 Chrom W

Column, 25% C-Wax 1500 80/100 Chrom P

Column, 30% C-Wax 1500 60/80 Chrom G

Column, 30% C-Wax 1500 80/100 Chrom G

Column, 40% C-Wax 1500 80/100 Chrom P

Column, 40% C-Wax 1500 100/120 Chrom P

Column, 20% C-Wax 1500 1% KOH 80/100 Chrom P
Column, 10% C-Wax 1500 45/60 Chrom P

Column, 20% C-Wax 1500 2% KOH 80/100 Chrom P
Column, 20% C-Wax 20M TPA 80/100 Chrom 101
Column, 6.6% C-Wax 20M 80/120 Carboblack B
Column, 30% DI-2-Ethulhexyl Sebacate 60/80 Chrom P
Column, 30% DI-2-Ethylexyl Sebacate 80/100 Chrom P
Column, 5% DI-2-Ethylexyl Sebacate 80/100 Chrom P
Column, 1% DC-QF-1 80/100 Porapak QS

Column, 10% DC-QF-1 80/100 Chrom G

Column, 20% DC-QF-1 80/100 Chrom P

Column, 40% DC-QF-1 40/60 Chrom T
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COL1248
COL1256
COL1257
COL1258
COL1259
COL1260
COL1261
COL1262
COL1263
COL1264
COL1266
COL1267
COL1268
COL1269
COL1270
CcoL1271
COL1272
COL1273
COL1274
COL1275
COL1276
COL1278
COL1279
COL1280
COL1281
COL1282
COL1283
COL1284
COL1285
COL1286
COL1287
COL1288
COL1297
COL1298
COL1299
COL1300
COL1301
COL1302
COL1303
COL1304
COL1306
COL1307
COL1312
COL1313
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GWK-AICOL1248
GWK-AICOL1256
GWK-AICOL1257
GWK-AICOL1258
GWK-AICOL1259
GWK-AICOL1260
GWK-AICOL1261
GWK-AICOL1262
GWK-AICOL1263
GWK-AICOL1264
GWK-AICOL1266
GWK-AICOL1267
GWK-AICOL1268
GWK-AICOL1269
GWK-AICOL1270
GWK-AICOL1271
GWK-AICOL1272
GWK-AICOL1273
GWK-AICOL1274
GWK-AICOL1275
GWK-AICOL1276
GWK-AICOL1278
GWK-AICOL1279
GWK-AICOL1280
GWK-AICOL1281
GWK-AICOL1282
GWK-AICOL1283
GWK-AICOL1284
GWK-AICOL1285
GWK-AICOL1286
GWK-AICOL1287
GWK-AICOL1288
GWK-AICOL1297
GWK-AICOL1298
GWK-AICOL1299
GWK-AICOL1300
GWK-AICOL1301
GWK-AICOL1302
GWK-AICOL1303
GWK-AICOL1304
GWK-AICOL1306
GWK-AICOL1307
GWK-AICOL1312
GWK-AICOL1313

Column, 25% DC-QF-1 80/100 Chrom P AW DMCS
Column, 10% DC-200 45/60 Chrom P

Column, 10% DC-200 80/100 Chrom G

Column, 1% DC-200 80/100 Chrom P

Column, 2% DC-200 80/100 Chrom G

Column, 2% DC-200 80/100 Chrom P

Column, 5% DC-200 80/100 Chrom G

Column, 5% DC-200 80/100 Chrom P

Column, 5% DC-200 80/100 Porasil E

Column, 5% DC-200 100/120 Chrom P

Column, 8% DC-200 80/100 Chrom 750

Column, 10% DC-200 80/100 Chrom P

Column, 10% DC-200 100/120 Chrom G

Column, 5% C-Wax 1500 10% DC-200 80/100 Chrom P
Column, 15% DC-200 80/100 Chrom P

Column, 20% DC-200 60/80 Chrom A

Column, 20% DC-200 60/80 Chrom P

Column, 20% DC-200 80/100 Chrom G

Column, 20% DC-200 80/100 Chrom P

Column, 20% DC-200 100/120 Chrom P

Column, 1% TCEP 20% DC-200 80/100 Chrom P
Column, 5% TCEP 20% DC-200 80/100 Chrom P
Column, 25% DC-200 60/80 Chrom P

Column, 25% DC-200 80/100 Chrom R

Column, 30% DC-200 60/80 Chrom P

Column, 30% DC-200 80/100 Chrom P

Column, 20% DC-200 80/100 Chrom P AW
Column, 5% C-Wax 20M TPA 5% DC-200 80/100 Chrom P
Column, 5% C-Wax 1000 20% DC-200 80/100 Chrom P
Column, 20% DC-200 80/100 Chrom P AW DMCS
Column, 10% DC-200 100/120 Chrom P

Column, 25% DC-200 100/120 Chrom P

Column, 5% DC-550 80/100 Chrom G

Column, 5% DC-550 80/100 Chrom P

Column, 5% DC-550 80/100 Chrom W

Column, 10% DC-550 80/100 Chrom P

Column, 2% C-Wax 1500 10% DC-550 80/100 Chrom 750
Column, 15% DC-550 80/100 Chrom P

Column, 30% DC-550 80/100 Chrom P

Column, 5% DC-550 80/100 Chrom 750

Column, 20% DC-702 60/80 Chrom P

Column, 20% DC-702 80/100 Chrom P

Column, 10% DC-703 80/100 Chrom P

Column, 40% DC-703 80/100 Chrom P
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COL1314
COL1315
COL1316
COL1318
COL1319
COL1320
COL1321
COL1324
COL1325
COL1326
COL1327
COL1336
COL1337
COL1338
COL1339
COL1340
COL1341
COL1342
COL1343
COL1344
COL1348
COL1349
COL1359
COL1360
COL1361
COL1362
COL1363
COL1364
COL1365
COL1366
COL1367
COL1368
COL1369
COL1377
COL1378
COL1379
COL1380
CoL1381
COL1384
COL1385
COL1388
COL1389
COL1395
COL1396
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GWK-AICOL1314
GWK-AICOL1315
GWK-AICOL1316
GWK-AICOL1318
GWK-AICOL1319
GWK-AICOL1320
GWK-AICOL1321
GWK-AICOL1324
GWK-AICOL1325
GWK-AICOL1326
GWK-AICOL1327
GWK-AICOL1336
GWK-AICOL1337
GWK-AICOL1338
GWK-AICOL1339
GWK-AICOL1340
GWK-AICOL1341
GWK-AICOL1342
GWK-AICOL1343
GWK-AICOL1344
GWK-AICOL1348
GWK-AICOL1349
GWK-AICOL1359
GWK-AICOL1360
GWK-AICOL1361
GWK-AICOL1362
GWK-AICOL1363
GWK-AICOL1364
GWK-AICOL1365
GWK-AICOL1366
GWK-AICOL1367
GWK-AICOL1368
GWK-AICOL1369
GWK-AICOL1377
GWK-AICOL1378
GWK-AICOL1379
GWK-AICOL1380
GWK-AICOL1381
GWK-AICOL1384
GWK-AICOL1385
GWK-AICOL1388
GWK-AICOL1389
GWK-AICOL1395
GWK-AICOL1396

Column, 10% DC-704 80/100 Chrom P

Column, 15% DC-704 80/100 Chrom P

Column, 20% DC-704 80/100 Chrom P

Column, 5% C-Wax 1500 20% DC-704 80/100 Chrom P
Column, 5% TCEP 20% DC-704 80/100 Chrom P

Column, 30% DC-704 80/100 Chrom P

Column, 20% DC-704 80/100 Chrom P AW

Column, 20% DC-705 80/100 Chrom P

Column, 10% DC-710 80/100 Chrom P

Column, 20% DC-710 80/100 Chrom P

Column, 30% DC-710 80/100 Chrom P

Column, 5% DEGS 80/100 Chrom G

Column, 5% DEGS 80/100 Chrom 750

Column, 5% DEGS 100/120 Chrom 750

Column, 10% DEGS 80/100 Chrom G

Column, 10% DEGS 80/100 Chrom P

Column, 20% DEGS 80/100 Chrom P

Column, 30% DEGS 80/100 Chrom P

Column, 30% DEGS 100/120 Chrom P

Column, 30% DEGS 60/80 Chrom P

Column, 3% Dexsil 300 100/120 Supelcoport

Column, 3% Dexsil 300 GC 100/120 Mesh W HP

Column, 2% Diisodecylphthalate, (DIDP) 80/100 Chrom 750
Column, 5% Diisodecylphthalate, (DIDP) 40/50 Chrom T
Column, 10% Diisodecylphthalate, (DIDP) 80/100 Chrom G
Column, 10% Diisodecylphthalate, (DIDP) 80/100 Chrom P
Column, 10% Diisodecylphthalate, (DIDP) 80/100 Chrom W
Column, 20% Diisodecylphthalate, (DIDP) 80/100 Porapak Q
Column, 30% Diisodecylphthalate, (DIDP) 80/100 Chrom P
Column, 30% Diisodecylphthalate, (DIDP) 80/100 Porapak QS
Column, 40% Diisodecylphthalate, (DIDP) 80/100 Porapak QS
Column, 40% Diisodecylphthalate, (DIDP) 80/100 Porapak Q
Column, 15% Diisodecylphthalate, (DIDP) 80/100 Chrom P
Column, 10% Diglycerol 60/80 Chrom G

Column, 10% Diglycerol 80/100 Chrom P

Column, 20% Diglycerol 80/100 Chrom P

Column, 25% Diglycerol 60/80 Chrom A

Column, 35% Diglycerol 80/100 Chrom P

Column, 15% Dioctyl Phthalate 80/100 Chrom P

Column, 5% Dodecanol 80/100 Chrom G

Column, Durapak C-Wax 400 80/100 Porasil C

Column, Durapak NC8 80/100 Porasil C

Column, 30% DOS 80/100 Chrom P AW

Column, 30% DOS 80/100 Chrom PS
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COL1400
COL1401
COL1402
COL1403
COL1404
COL1405
COL1416
COL1417
COL1418
COL1419
COL1422
COL1423
COL1424
COL1425
COL1426
COL1427
COL1432
COL1433
COL1434
COL1443
COL1444

COL1445
COL1451
COL1452
COL1453
COL1454
COL1455
COL1458
COL1459
COL1460
COL1466
COL1467
COL1468
COL1469
COL1470
COL1471
COL1472
COL1473
COL1474
COL1475
COL1476
COL1477
COL1478

03- 2007 GC Spares, Master Global Price List (2006-07-03) No Price.xls

GWK-AICOL1400
GWK-AICOL1401
GWK-AICOL1402
GWK-AICOL1403
GWK-AICOL1404
GWK-AICOL1405
GWK-AICOL1416
GWK-AICOL1417
GWK-AICOL1418
GWK-AICOL1419
GWK-AICOL1422
GWK-AICOL1423
GWK-AICOL1424
GWK-AICOL1425
GWK-AICOL1426
GWK-AICOL1427
GWK-AICOL1432
GWK-AICOL1433
GWK-AICOL1434
GWK-AICOL1443
GWK-AICOL1444

GWK-AICOL1445
GWK-AICOL1451
GWK-AICOL1452
GWK-AICOL1453
GWK-AICOL1454
GWK-AICOL1455
GWK-AICOL1458
GWK-AICOL1459
GWK-AICOL1460
GWK-AICOL1466
GWK-AICOL1467
GWK-AICOL1468
GWK-AICOL1469
GWK-AICOL1470
GWK-AICOL1471
GWK-AICOL1472
GWK-AICOL1473
GWK-AICOL1474
GWK-AICOL1475
GWK-AICOL1476
GWK-AICOL1477
GWK-AICOL1478

Column, 5% Efhofat 80/100 Chrom G

Column, 5% Efhofat 80/100 Chrom 750

Column, 10% Efhofat 80/100 Chrom 750

Column, 20% Efhofat 80/100 Chrom G

Column, 20% Efhofat 80/100 Chrom P

Column, 10% Eicosane 80/100 Chrom P

Column, 10% FC-431 80/100 Chrom 750

Column, 10% FFAP 80/100 Chrom G

Column, 10% FFAP 100/120 Chrom W

Column, 10% FFAP 100/120 Chrom W AW

Column, 10% Fluorolube 80/100 Porapak T

Column, 15% Fluorolube HG 1200 80/100 Chrom G
Column, 15% Fluorolube HG 1200 80/100 Porapak R
Column, 15% Fluorolube HG 1200 80/100 Porapak T
Column, 15% Fluorolube 80/100 Porapak T

Column, 20% Fluorolube 80/100 Porapak T

Column, 40% Formamide (N,N,BIS) 2 Cyana 80/100 Chrom P
Column, 40% Formamide (N,N,BIS) 2 Cyana 100/120 Chrom P
Column, 40% Formamide (N,N,BIS) 2 Cyana 80/100 Chrom P
Column, Glass Beads, 80/120

Column, Glass Beads 60/80

(Standard)

Column, Glass Beads 80/100

Column, 10% Hallcomid 80/100 Chrom G AW

Column, 15% Hallcomid 80/100 Chrom 750

Column, 20% Hallcomid 80/100 Chrom P

Column, 30% Hallcomid 40/60 Chrom P

Column, 30% Hallcomid M-18 80/100 Chrom P AW DMCS
Column, 15% Halocarbon 80/100 Chrom G

Column, 15% Halocarbon (Appl.SCL.-08236) 80/100, Porapak T
Column,15% Halocarbon K352 80/100 Porapak T
Column, Hayesep A 80/100

Column, Hayesep A 100/120

Column, Hayesep C 80/100

Column, Hayesep D 80/100

Column, Hayesep D 100/120

Column, Hayesep DB 80/100

Column, Hayesep N 80/100

Column, Hayesep Q 80/100

Column, Hayesep Q 100/120

Column, Hayesep Q 120/140

Column, Hayesep R 80/100

Column, Hayesep S 80/100

Column, Hayesep T 80/100
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COL1479
COL1480
COL1481
COL1482
COL1483
COL1484
COL1486
COL1489
COL1490
COL1493
COL1496
COL1497
COL1498
COL1499
COL1500
COL1501
COL1502
COL1503
COL1504
COL1505

COL1506
COL1509
COL1510
COL1523
COL1524
COL1525
COL1526
COL1527
COL1528
COL1529
COL1530
COL1537
COL1538
COL1541
COL1542
COL1546
COL1547
COL1550
COL1551
COL1552
COL1557
COL1558
COL1559
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GWK-AICOL1479
GWK-AICOL1480
GWK-AICOL1481
GWK-AICOL1482
GWK-AICOL1483
GWK-AICOL1484
GWK-AICOL1486
GWK-AICOL1489
GWK-AICOL1490
GWK-AICOL1493
GWK-AICOL1496
GWK-AICOL1497
GWK-AICOL1498
GWK-AICOL1499
GWK-AICOL1500
GWK-AICOL1501
GWK-AICOL1502
GWK-AICOL1503
GWK-AICOL1504
GWK-AICOL1505

GWK-AICOL1506
GWK-AICOL1509
GWK-AICOL1510
GWK-AICOL1523
GWK-AICOL1524
GWK-AICOL1525
GWK-AICOL1526
GWK-AICOL1527
GWK-AICOL1528
GWK-AICOL1529
GWK-AICOL1530
GWK-AICOL1537
GWK-AICOL1538
GWK-AICOL1541
GWK-AICOL1542
GWK-AICOL1546
GWK-AICOL1547
GWK-AICOL1550
GWK-AICOL1551
GWK-AICOL1552
GWK-AICOL1557
GWK-AICOL1558
GWK-AICOL1559

Column, Hayesep T 100/120

Column, Hayesep B 80/100

Column, Hayesep R 100/120

Column, Hayesep S 100/120

Column, Hayesep N 100/120

Column, Hayesep P 80/100

Column, Hayesep DB 100/120

Column, 30% HI-EFF-1AP 80/100 Chrom P

Column, 10% HI-EFF-1AP 80/100 Chrom G

Column, 10% IGEPAL C0O-880 80/100 Chrom 750

Column, 5% DC-550 3% KOH 80/100 Chrom 750

Column, 4% PEI 4% KOH 100/120 Chrom 103

Column, 5% KOH 60/80 Chrom P

Column, 5% KOH 80/100 Chrom P

Column, 5% KOH 80/100 Porapak T, (Required 24 Hr. Bake)
Column, 10% KOH 60/80 Chrom P

Column, 10% KOH 80/100 Chrom P

Column, 10% KOH 80/100 Porapak QS (Required 24 Hr. Bake)
Column, 10% KOH 100/120 Porapak QS (Required 24 Hr. Bake)

Column, 10% KOH 100/120 Porapak QS AW (Required 24 Hr. Bake)

Column, 10% KOH 80/100 Porapak QS AW

Column, 5% Krytox 143AC 60/80 Carbopack B HT
Column, 40% Krytox 143AC 80/100 Chrom P

Column, Mole Sieve 5A 45/60, (Required 12 Hr. Bake)
Column, Mole Sieve 5A 60/80, (Required 12 Hr. Bake)
Column, Mole Sieve 5A 80/100, (Required 12 Hr. Bake)
Column, Mole Sieve 5A 100/120, (Required 12 Hr. Bake)
Column, Mole Sieve 13X 45/60, (Required 12 Hr. Bake)
Column, Mole Sieve 13X 60/80, (Required 12 Hr. Bake)
Column, Mole Sieve 13X 80/100, (Required 12 Hr. Bake)
Column, Mole Sieve 13X 100/120, (Required 12 Hr. Bake)
Column, 10% NAOH 60/80 Chrom P

Column, 20% NPGA 100/120 Chrom P

Column, Nickel Catalyst

Column, Nucleosil CN

Column, 4% Octadecane 80/100 Chrom G

Column, 10% Octadecane 80/100 Chrom P

Column, 20% Octoil-S 80/100 Chrom 750

Column, 5% Octoil-S 60/80 Chrom P

Column, 20% Octoil-S 60/80 Chrom P

Column, 5% OV-7 80/100 Chrom G

Column, 20% OV-7 80/100 Chrom P

Column, 20% OV-7 100/120 Chrom P
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Part Number (US)

Part Number (EU)

Siemens Applied Automation

Gas Chromatograph

Master Spare Parts List
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Weight kg.

SN & Kit Ann'l
Warr'y Qty Rate Qty

Min. Loc

COL1565
COL1566
COL1567
COL1568
COL1569
COL1570
COL1571
COL1572
COL1573
COL1574
COL1575
COL1576
COL1577
COL1578
COL1579
COL1580
COL1581
COL1582
COL1583
COL1584
COL1585
COL1586
COL1587
COL1588
COL1589
COL1590
COL1591
COL1592
COL1593
COL1594
COL1595
COL1596
COL1597
COL1598
COL1599
COL1600
COL1601
COL1602
COL1603
COL1604
COL1605
COL1606
COL1607
COL1608

03- 2007 GC Spares, Master Global Price List (2006-07-03) No Price.xls

GWK-AICOL1565
GWK-AICOL1566
GWK-AICOL1567
GWK-AICOL1568
GWK-AICOL1569
GWK-AICOL1570
GWK-AICOL1571
GWK-AICOL1572
GWK-AICOL1573
GWK-AICOL1574
GWK-AICOL1575
GWK-AICOL1576
GWK-AICOL1577
GWK-AICOL1578
GWK-AICOL1579
GWK-AICOL1580
GWK-AICOL1581
GWK-AICOL1582
GWK-AICOL1583
GWK-AICOL1584
GWK-AICOL1585
GWK-AICOL1586
GWK-AICOL1587
GWK-AICOL1588
GWK-AICOL1589
GWK-AICOL1590
GWK-AICOL1591
GWK-AICOL1592
GWK-AICOL1593
GWK-AICOL1594
GWK-AICOL1595
GWK-AICOL1596
GWK-AICOL1597
GWK-AICOL1598
GWK-AICOL1599
GWK-AICOL1600
GWK-AICOL1601
GWK-AICOL1602
GWK-AICOL1603
GWK-AICOL1604
GWK-AICOL1605
GWK-AICOL1606
GWK-AICOL1607
GWK-AICOL1608

Column, 5% OV-17 80/100 Chrom 750

Column, 10% OV-17 80/100 Chrom P

Column, 10% OV-17 80/100 Chrom 750

Column, 10% OV-17 100/120 Chrom P

Column, 10% OV-17 100/120 Chrom 750

Column, 20% OV-17 80/100 Chrom P

Column, 20% OV-17 100/120 Chrom P

Column, 4.8WT% OV101 100/120 Chrom PS
Column, 10% OV-101 80/100 Chrom W HP
Column, 20% OV-101 80/100 Chrom P AW DMCS
Column, 20% OV-101 80/100 Chrom RZ

Column, 20% OV-101 80/100 Chrom P AW
Column, 5% OV-101 80/100 Chrom W HP
Column, 1% OV-101 80/100 Chrom P

Column, 0.1% OV-101 80/100 Porasil C

Column, 0.25% OV-101 80/100 Chrom 750
Column, 0.33% OV-101 80/100 Chrom 750
Column, 0.5% OV-101 80/100 Porasil C

Column, 1% OV-101 80/100 Chrom 750

Column, 2% OV-101 80/100 Porapak QS

Column, 3% OV-101 100/120 Chrom W

Column, 5% OV-101 80/100 Chrom P

Column, 5% OV-101 80/100 Chrom 750

Column, 2% C-Wax 1500 5% OV-101 80/100 Chrom 750
Column, 10% OV-101 80/100 Chrom G

Column, 10% OV-101 80/100 Chrom P

Column, 10% OV-101 80/100 Chrom P AW
Column, 10% OV-101 80/100 Chrom 750
Column,2% C-Wax 1500 10% OV-101 80/100 Chrom 750
Column, 15% OV-101 80/100 Chrom P

Column, 20% OV-101 80/100 Chrom G

Column, 20% OV-101 80/100 Chrom P

Column, 20% OV-101 100/120 Chrom P

Column, 20% OV-101 100/120 Chrom P AW
Column, 30% OV-101 80/100 Chrom P

Column, 10% OV-101 80/100 Chrom P AW DMCS
Column, 0.5% OV-101 80/100 Chrom P

Column, 0.5% OV-101 80/100 Chrom 750
Column, 10% OV-101 100/120 Chrom P

Column, 6% OV-101 100/120 Chrom W

Column, 6% OV-101 100/120 Chrom W HP
Column, 40% OV-101 80/100 Chrom P AW DMCS
Column, 10% OV-101 80/100 Chrom W AW
Column, 3% OV-210 80/100 Chrom P
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Weight kg.

SN & Kit Ann'l
Warr'y Qty Rate Qty

Min. Loc

COL1609
COL1610
COL1611
COL1612
COL1614
COL1615
COL1618
COL1619
COL1620
CoL1621
COL1622
COL1623
COL1624
COL1625
COL1626
CoL1627
COL1628
COL1629
COL1630
COL1638
COL1639
COL1643
COL1644
COL1645
COL1649
COL1650
COL1654
COL1655
COL1659
COL1660
COL1661
COL1662
COL1663
COL1664
COL1665
COL1666
COL1667
COL1668
COL1669
COL1670
COL1671
COL1672

COL1677

03- 2007 GC Spares, Master Global Price List (2006-07-03) No Price.xls

GWK-AICOL1609
GWK-AICOL1610
GWK-AICOL1611
GWK-AICOL1612
GWK-AICOL1614
GWK-AICOL1615
GWK-AICOL1618
GWK-AICOL1619
GWK-AICOL1620
GWK-AICOL1621
GWK-AICOL1622
GWK-AICOL1623
GWK-AICOL1624
GWK-AICOL1625
GWK-AICOL1626
GWK-AICOL1627
GWK-AICOL1628
GWK-AICOL1629
GWK-AICOL1630
GWK-AICOL1638
GWK-AICOL1639
GWK-AICOL1643
GWK-AICOL1644
GWK-AICOL1645
GWK-AICOL1649
GWK-AICOL1650
GWK-AICOL1654
GWK-AICOL1655
GWK-AICOL1659
GWK-AICOL1660
GWK-AICOL1661
GWK-AICOL1662
GWK-AICOL1663
GWK-AICOL1664
GWK-AICOL1665
GWK-AICOL1666
GWK-AICOL1667
GWK-AICOL1668
GWK-AICOL1669
GWK-AICOL1670
GWK-AICOL1671
GWK-AICOL1672

GWK-AICOL1677

Column, 5% OV-210 40/60 Chrom T

Column, 10% OV-210 80/100 Chrom P
Column, 15% OV-210 40/60 Chrom T

Column, 10% OV-101 120/140 Volspher-A2
Column, 3% OV-225 100/120 Chrom G
Column, 3% OV-225 100/120 Chrom W
Column, 1% OV-275 80/100 Chrom P

Column, 0.1% OV-275 80/100 Carbopack C
Column, 1% OV-275 80/100 Carbopack C
Column, 5% OV-275 60/80 Fluoropack 80
Column, 10% OV-275 80/100 Chrom P
Column, 10% OV-275 80/100 Chrom 750
Column, 10% OV-275 100/120 Chrom P
Column, 10% OV-275 100/120 Chrom 750
Column, 20% OV-275 80/100 Chrom P
Column, 20% OV-275 100/120 Chrom P
Column, 30% OV-275 80/100 Chrom P
Column, 30% OV-275 100/120 Chrom P
Column, 10% OV-275 80/100 Chrom P AW DMCS
Column, 20% OV-351 80/100 Chrom P
Column, 5% OV-351 80/100 Chrom 750
Column, 5% PEI 80/100 Porapak T

Column, 1% Phosphoric Acid 80/100 Porapak T
Column, 2% Phosphoric Acid 80/100 Porapak T
Column, 0.7% Picric Acid 80/100 Carbopack C
Column, 0.19% Picric Acid 80/100 Carbopack C
Column, 2% Poly-S-176 80/100 Chrom G
Column, 10% Polyethylene Glycol 80/100 Chrom G
Column, Porapak S 80/100

Column, Porapak N 100/120

Column, Porapak N 50/80

Column, Porapak N 80/100

Column, Porapak P 80/100

Column, Porapak PS 80/100

Column, Porapak Q 80/100

Column, Porapak Q 100/120

Column, Porapak QS 80/100

Column, Porapak T 80/100

Column, Porapak QS 100/120

Column, Porapak R 80/100

Column, Porapak Q 50/80

Column, Porapak QS 80/100 Acetone Washed
(Special)

Column, Porasil A 100/150
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Siemens Applied Automation

Gas Chromatograph

Master Spare Parts List

Part Number (US) Part Number (EU) Other Information Weight kg. SN & Kit Ann'l Min. Loc
Warr'y Qty Rate Qty
COL1678 GWK-AICOL1678 Column, Porasil B 80/100, Custom column price ** U
(Replaced with COL1869)
COL1679 GWK-AICOL1679 Column, Porasil B 100/150 Custom column price ** U
COL1680 GWK-AICOL1680 Column, Porasil C 100/150 Custom column price ** U
coL1681 GWK-AICOL1681 Column, Porasil C 80/100 Custom column price ** U
COL1686 GWK-AICOL1686 Column, 12% PPE 0.5% H3P0O4 40/60 Chrom T Custom column price ** U
(Teflon ONLY)
COoL1687 GWK-AICOL1687 Column, 1% PPI 80/100 Porapak Q Custom column price ** U
COL1688 GWK-AICOL1688 Column, 2% PPI 50/80 Porapak Q Custom column price ** U
COL1689 GWK-AICOL1689 Column, 5% PPI 80/100 Porapak Q Custom column price ** U
COL1693 GWK-AICOL1693 Column, 5% SE-30 80/100 Chrom W AW Custom column price ** U
COL1694 GWK-AICOL1694 Column, 5% SE-30 80/100 Chrom P Custom column price ** U
COL1695 GWK-AICOL1695 Column, 5% SE-30 80/100 Chrom 750 Custom column price ** U
COL1696 GWK-AICOL1696 Column, 10% SE-30 80/100 Chrom G Custom column price ** U
COL1697 GWK-AICOL1697 Column, 10% SE-30 80/100 Chrom W Custom column price ** U
COL1698 GWK-AICOL1698 Column, 20% SE-30 80/100 Chrom P Custom column price ** U
COL1699 GWK-AICOL1699 Column, 20% SE-30 80/100 Chrom P AW Custom column price ** U
COL1700 GWK-AICOL1700 Column, 30% SE-30 80/100 Chrom P Custom column price ** U
COL1701 GWK-AICOL1701 Column, 10% SE-30 80/100 Chrom W AW DMCS Custom column price ** U
COL1702 GWK-AICOL1702 Column, 15% Sebacontrile 80/100 Chrom W Custom column price ** U
COL1703 GWK-AICOL1703 Column, 15% Sebacontrile 80/100 Chrom G HP Custom column price ** U
COL1704 GWK-AICOL1704 Column, 5% Sebacontrile 120/140 Chrom G Custom column price ** U
COL1705 GWK-AICOL1705 Column, 3% Sebacontrile 80/100 Chrom G Custom column price ** U
COL1706 GWK-AICOL1706 Column, 8% Sebacontrile 80/100 Chrom P Custom column price ** U
CcOoL1707 GWK-AICOL1707 Column, 10% Sebacontrile 80/100 Chrom P Custom column price ** U
COL1708 GWK-AICOL1708 Column, 15% Sebacontrile 80/100 Chrom P Custom column price ** U
COL1709 GWK-AICOL1709 Column, 30% Sebacontrile 80/100 Chrom P Custom column price ** U
CcoL1710 GWK-AICOL1710 Column, 30% Sebacontrile 80/100 Chrom W Custom column price ** U
CcoL1711 GWK-AICOL1711 Column, 30% Sebacontrile 100/120 Chrom P Custom column price ** U
COL1712 GWK-AICOL1712 Column, 20% Sebacontrile 80/100 Chrom P Custom column price ** U
COL1713 GWK-AICOL1713 Column, 10% Sebacontrile 80/100 Chrom G Custom column price ** U
COL1714 GWK-AICOL1714 Column, 30% Sebacontrile 80/100 Chrom P AW DMCS Custom column price ** U
COL1715 GWK-AICOL1715 Column, 25% Sebacontrile 60/80 Chrom P AW Custom column price ** U
COL1716 GWK-AICOL1716 Column, 25% Sebacontrile 80/100 Chrom P AW Custom column price ** U
CcOoL1717 GWK-AICOL1717 Column, 25% Sebacontrile 80/120 Chrom P Custom column price ** U
COL1718 GWK-AICOL1718 Column, 20% Sebacontrile 100/120 Chrom P Custom column price ** U
COL1720 GWK-AICOL1720 Column, 10% Sorbitol 80/100 Chrom 750 Custom column price ** U
COL1721 GWK-AICOL1721 Column, 10% Sorbitol 60/80 Fluoropack 80 Custom column price ** U
COL1722 GWK-AICOL1722 Column, 30% Sorbitol 80/100 Chrom P Custom column price ** U
COL1723 GWK-AICOL1723 Column, 10% Sorbitol 80/100 Chrom P Custom column price ** U
COL1724 GWK-AICOL1724 Column, 10% Sorbitol 80/100 Chrom G AW DMCS Custom column price ** U
COL1725 GWK-AICOL1725 Column, 10% Sorbitol 60/80 Chrom W AW Custom column price ** U
COL1726 GWK-AICOL1726 Column, 10% Sorbitol 80/100 Chrom G Custom column price ** U
CcoL1727 GWK-AICOL1727 Column, 10% Sorbitol 100/120 Chrom 750 Custom column price ** U

03- 2007 GC Spares, Master Global Price List (2006-07-03) No Price.xls
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Gas Chromatograph

Master Spare Parts List
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Weight kg.

SN & Kit Ann'l
Warr'y Qty Rate Qty

Min. Loc

COL1728
COL1732
COL1733
COL1734
COL1735
COL1736
COL1737
COL1738
COL1739
COL1740
COL1746
COL1747
COL1748
COL1749
COL1750
COL1754
COL1755
COL1758
COL1762
COL1764
COL1765
COL1766
COL1767
COoL1771
COL1768
COL1774
COL1775
COL1776
COL1778
COL1779
COL1780
CoL1781
COL1782
COL1783
COL1784
COL1785
COL1786
COL1787
COL1788
COL1789
COL1790
COL1791
COL1792
COL1793

03- 2007 GC Spares, Master Global Price List (2006-07-03) No Price.xls

GWK-AICOL1728
GWK-AICOL1732
GWK-AICOL1733
GWK-AICOL1734
GWK-AICOL1735
GWK-AICOL1736
GWK-AICOL1737
GWK-AICOL1738
GWK-AICOL1739
GWK-AICOL1740
GWK-AICOL1746
GWK-AICOL1747
GWK-AICOL1748
GWK-AICOL1749
GWK-AICOL1750
GWK-AICOL1754
GWK-AICOL1755
GWK-AICOL1758
GWK-AICOL1762
GWK-AICOL1764
GWK-AICOL1765
GWK-AICOL1766
GWK-AICOL1767
GWK-AICOL1771
GWK-AICOL1768
GWK-AICOL1774
GWK-AICOL1775
GWK-AICOL1776
GWK-AICOL1778
GWK-AICOL1779
GWK-AICOL1780
GWK-AICOL1781
GWK-AICOL1782
GWK-AICOL1783
GWK-AICOL1784
GWK-AICOL1785
GWK-AICOL1786
GWK-AICOL1787
GWK-AICOL1788
GWK-AICOL1789
GWK-AICOL1790
GWK-AICOL1791
GWK-AICOL1792
GWK-AICOL1793

Column, 5% SP400 100/120 Chrom 750

Column, 5% SP1000 80/100 Chrom G

Column, 5% SP1000 80/100 Chrom 101

Column, 5% SP1000 + 1.75% Bentone 34 80/100 Chrom P
Column, 5% SP1000 + 1.75% Bentone 34 100/120 Chrom P
Column, 10% SP1000 80/100 Chrom G

Column, 10% SP1000 80/100 Chrom P

Column, 20% SP1000 80/100 Chrom P

Column, 20% SP1000 100/120 Chrom P

Column, 40% SP1000 80/100 Porapak QS

Column, 5% SP1200 + 1.75% Bentone 34 100/120 Supelcoport
Column, 5% SP1200 + 1.75% Bentone 34 100/120 Chrom P
Column, 5% SP1200 + 1.75% Bentone 34 80/100 Chrom P
Column, 20% SP1200 80/100 Chrom G

Column, 20% SP1200 80/100 Porapak Q

Column, 1% SP1000 60/80 Carbopack B

Column, 3% SP1500 80/120 Carbopack B

Column, 20% SP2100 80/100 Chrom P

Column, 10% SP2250 100/120 Supelcoport

Column, 10% SP2401 100/120 Supelcoport

Column, 5% SP2401 80/100 Chrom 750

Column, 10% SP2401 20/40 Flourpack 80

Column, 10% SP2401 80/100 Chrom 750

Column, 5WT% TCEP 100/120 Chrom P

Column, 15% SP2401 80/100 Chrom 750

Column, Spherisorb ODS 5 Micrometer (S5 ODS)

Column, Spherisorb ODS 10 Micrometer (S10 ODS)
Column, Spherisorb ODS-2 5 Micrometer (S5 ODS-2)
Column, 12.5% Squalane 80/100 Chrom G

Column, 20% Squalene 80/100 Chrom GASR A

Column, 12.5% Squalane 80/100 Chrom P AW

Column, 1.5% Squalane 80/100 Chrom P

Column, 1.5% Squalane 80/100 Chrom G

Column, 3% Squalane 80/100 Chrom G

Column, 4% Squalane 80/100 Chrom P

Column, 5% C-Wax 1000 4% Squalane 80/100 Chrom P
Column, 5% Squalane 80/100 Chrom G

Column, 5% Squalane 80/100 Chrom P

Column, 6% Squalane 80/100 Chrom P

Column, 8% Squalane 80/100 Chrom P

Column, 10% Squalane 80/100 Chrom G

Column, 10% Squalane 80/100 Chrom P

Column, 10% Squalane 80/100 Chrom W

Column, 10% Squalane 100/120 Chrom P
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COL1794 GWK-AICOL1794 Column, 5% C-Wax 1000 10% Squalane 80/100 Chrom P Custom column price ** U
COL1795 GWK-AICOL1795 Column, 12.5% Squalane 80/100 Chrom P Custom column price ** U
COL1796 GWK-AICOL1796 Column, 5% C-Wax 1000 12.5% Squalane 80/100 Chrom P Custom column price ** U
COL1797 GWK-AICOL1797 Column, 15% Squalane 80/100 Chrom P Custom column price ** U
COL1798 GWK-AICOL1798 Column, 20% Squalane 80/100 Chrom P Custom column price ** U
COL1799 GWK-AICOL1799 Column, 20% Squalane 80/100 Chrom R Custom column price ** U
COL1800 GWK-AICOL1800 Column, 20% Squalane 100/120 Chrom P Custom column price ** U
COL1801 GWK-AICOL1801 Column, 30% Squalane 80/100 Chrom P Custom column price ** U
COL1802 GWK-AICOL1802 Column, 33.33% Squalane 80/100 Chrom P Custom column price ** U
COL1803 GWK-AICOL1803 Column, 20% Squalane 60/80 Chrom P Custom column price ** U
COL1804 GWK-AICOL1804 Column, 12.5% Squalane 100/120 Chrom P Custom column price ** U
COL1805 GWK-AICOL1805 Column, 20% Squalane 100/120 Chrom 750 Custom column price ** U
COL1806 GWK-AICOL1806 Column, 10% Squalane 100/120 Chrom 750 Custom column price ** U
COoL1807 GWK-AICOL1807 Column, 0.1% TCEP 80/100 Carbopack C Custom column price ** U
CcOoL1808 GWK-AICOL1808 Column, 5% TCEP 80/100 Chrom W HP Custom column price ** U
COL1809 GWK-AICOL1809 Column, 0.5% TCEP 80/100Chrom P Custom column price ** U
coL1810 GWK-AICOL1810 Column, 1% TCEP 80/100 Unibeads 3S Custom column price ** U
(Replacement for COL1815)
coL1811 GWK-AICOL1811 Column, 1% TCEP 80/100 Chrom P Custom column price ** U
coL1812 GWK-AICOL1812 Column, 10% TCEP 100/120 Chrom 750 Custom column price ** U
CcoL1813 GWK-AICOL1813 Column, 0.25% TCEP 80/100 Porasil D Custom column price ** U
coL1814 GWK-AICOL1814 Column, 1% TCEP 80/100 Porasil A Custom column price ** U
coL1815 GWK-AICOL1815 Column, 1% TCEP 80/100 Porasil B Custom column price ** U
(Replaced with COL1810)
CcoL1816 GWK-AICOL1816 Column, 1% TCEP 80/100 Porasil C Custom column price ** U
COL1817 GWK-AICOL1817 Column, 1% TCEP 80/120 Carbopack B Custom column price ** U
(Replaced with COL1848)
coL1818 GWK-AICOL1818 Column, 2% TCEP 80/100 Porasil A Custom column price ** U
CcOoL1819 GWK-AICOL1819 Column, 2% TCEP 80/100 Porasil B Custom column price ** U
CcOoL1820 GWK-AICOL1820 Column, 2% TCEP 100/150 Porasil D Custom column price ** U
coL1821 GWK-AICOL1821 Column, 4% TCEP 80/100 Porasil B Custom column price ** U
CcoL1822 GWK-AICOL1822 Column, 5% TCEP 80/100 Chrom G Custom column price ** U
coL1823 GWK-AICOL1823 Column, 5% TCEP 80/100 Chrom P Custom column price ** U
COoL1824 GWK-AICOL1824 Column, 5% TCEP 80/100 Chrom 101 Custom column price ** U
coL1825 GWK-AICOL1825 Column, 5% TCEP 80/100 Chrom 750 Custom column price ** U
COL1826 GWK-AICOL1826 Column, 5% TCEP 80/100 Porasil B Custom column price ** U
coL1827 GWK-AICOL1827 Column, 10% TCEP 80/100 Chrom G AW DMCS Custom column price ** U
CcoL1828 GWK-AICOL1828 Column, 10% TCEP 80/100 Chrom P Custom column price ** U
COL1829 GWK-AICOL1829 Column, 10% TCEP 80/100 Chrom 750 Custom column price ** U
COL1830 GWK-AICOL1830 Column, 10% TCEP 80/100 Porasil B Custom column price ** U
CcoL1831 GWK-AICOL1831 Column, 10% TCEP 100/120 Chrom P Custom column price ** U
CcOoL1832 GWK-AICOL1832 Column, 20% TCEP 80/100 Chrom P Custom column price ** U
COL1833 GWK-AICOL1833 Column, 20% TCEP 100/120 Chrom P Custom column price ** U
COL1834 GWK-AICOL1834 Column, 30% TCEP 80/100 Chrom G Custom column price ** U
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COoL1835 GWK-AICOL1835 Column, 30% TCEP 80/100 Chrom P Custom column price ** U
COL1836 GWK-AICOL1836 Column, 30% TCEP 80/100 Porasil C Custom column price ** U
CcOoL1837 GWK-AICOL1837 Column, 30% TCEP 100/120 Chrom P Custom column price ** U
COL1838 GWK-AICOL1838 Column, 25% TCEP 80/100 Chrom P Custom column price ** U
COL1839 GWK-AICOL1839 Column, 40% TCEP 80/100 Chrom P Custom column price ** U
coL1840 GWK-AICOL1840 Column, 30% TCEP 80/100 Chrom P AW Custom column price ** U
coL1841 GWK-AICOL1841 Column, 40% TCEP 80/100 Chrom P AW Custom column price ** U
coL1842 GWK-AICOL1842 Column, 30% TECP 60/80 Chrom A Custom column price ** U
CcoL1843 GWK-AICOL1843 Column, 20% TECP 60/80 Chrom P AW AMCS Custom column price ** U
COL1844 GWK-AICOL1844 Column, 10% TECP 80/100 Chrom W AW Custom column price ** U
coL1845 GWK-AICOL1845 Column, 0.7% TCEP 80/100 Porasil B Custom column price ** U
COL1846 GWK-AICOL1846 Column, 30% TCEP 60/80 Chrom P AW Custom column price ** U
coL1847 GWK-AICOL1847 Column, 5% TCEP 60/80 Chrom G Custom column price ** U
CcoOL1848 GWK-AICOL1848 Column, 1% TCEP 80/120 Carboblack B, Custom column price ** U
(Replacement for COL1817)
COL1849 GWK-AICOL1849 Column, Tenax GC 60/80 Custom column price ** U
COL1850 GWK-AICOL1850 Column, 20% Tergitol NP-35 80/100 Chrom P Custom column price ** U
CcoL1851 GWK-AICOL1851 Column, 20% Triton-X-100 80/100 Chrom P Custom column price ** U
CcoL1852 GWK-AICOL1852 Column, 15% Theed 80/100 Chrom W HP Custom column price ** U
COL1853 GWK-AICOL1853 Column, 1% TECP 80/100 ATSIL-C Custom column price ** U
COL1854 GWK-AICOL1854 Column, 1% TCEP 60/80 Carbopak B Custom column price ** U
COL1855 GWK-AICOL1855 Column, 30% TCEP 80/100 Chrom PS Custom column price ** U
COL1856 GWK-AICOL1856 Column, 5% Ucon 50-HB-2000 80/100 Chrom G AW DMCS Custom column price ** U
CcOoL1857 GWK-AICOL1857 Column, 5% Ucon 50-HB-2000 80/100 Chrom P Custom column price ** U
CcOL1858 GWK-AICOL1858 Column, 5% Ucon 50-HB-2000 80/100 Chrom 101 Custom column price ** U
COL1859 GWK-AICOL1859 Column, 5% Ucon 50-HB-2000 80/100 Chrom 102 Custom column price ** U
CcOoL1860 GWK-AICOL1860 Column, 5% Ucon 50-HB-2000 80/100 Chrom 750 Custom column price ** U
CcoL1861 GWK-AICOL1861 Column, 10% Ucon 50-HB-2000 80/100 Chrom P Custom column price ** U
CcoL1862 GWK-AICOL1862 Column, 10% Ucon 50-HB-2000 80/100 Chrom 107 Custom column price ** U
COL1863 GWK-AICOL1863 Column, 20% Ucon 50-HB-2000 60/80 Chrom P Custom column price ** U
CcoL1864 GWK-AICOL1864 Column, 20% Ucon 50-HB-2000 80/100 Chrom P Custom column price ** U
COL1865 GWK-AICOL1865 Column, 5% Ucon 1715 LB 80/100 Chrom G AW DMCS Custom column price ** U
COL1866 GWK-AICOL1866 Column, 10% Ucon 1715 LB 80/100 Chrom G AW DMCS Custom column price ** U
CcOoL1867 GWK-AICOL1867 Column, 20% Ucon 550 80/100 Chrom P Custom column price ** U
CcOoL1868 GWK-AICOL1868 Column, 20% Ucon 50-HB-2000 80/100 Chrom P AW DMCS Custom column price ** U
COL1869 GWK-AICOL1869 Column, Uncoated Unibeads 3S 80/100 Custom column price ** U
CcoL1875 GWK-AICOL1875 Column, 10% Versamid 900 80/100 Chrom 103 Custom column price ** U
COL1876 GWK-AICOL1876 Column, 10% Versamid 900 + 8% KOH 80/100 Chrom 104 Custom column price ** U
CoL1877 GWK-AICOL1877 Column, 10% Versamid 900 + 8% KOH 80/100 Porapak QS Custom column price ** U
COL1878 GWK-AICOL1878 Column, 10% Versamid 900 + 8% KOH 100/120 Porapak N Custom column price ** U
COL1883 GWK-AICOL1883 Column, 1.5% XE-60/ 1.0% H3PO4 60/80 Carbopack B Custom column price ** U
(Normally in Teflon)
CcOoL1886 GWK-AICOL1886 Column, 20% Zinc Steatate 80/100 Chrom G HP Custom column price ** U
coL1887 GWK-AICOL1887 Column, Zorbax BP-C8 Custom column price ** U
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CcoL1888 GWK-AICOL1888 Column, Zorbax BP-ODS Custom column price ** U
COL1889 GWK-AICOL1889 Column, EMS 12A - 1.58, (1 Ft. Carbopack), 6" wind/1/16" tubing Custom column price ** ]
COL1890 GWK-AICOL1890 Column, EMS 12A - 7.58, (7 Ft. Carbopack), 6" wind/1/16" tubing U
CcoL1891 GWK-AICOL1891 Column, EMS 12A - 7.116, (7 Ft. Column, Hayesep Q, 6" wind/1/16" U
tubing
COL1892 GWK-AICOL1892 Column, EMS 12A - 1.14, (1 Ft. Chrom 750), 6" wind/1/16" tubing U
COL1893 GWK-AICOL1893 Column, EMS 12A - 3.116, (3 Ft. Hayesep Q), 6" wind/1/16" tubing U
COL1894 GWK-AICOL1894 Column, EMS 12A - 6.73, (6 Ft. Mole Sieve),6" wind/1/16" tubing U
COL1895 GWK-AICOL1895 Column, 2" Platinum Powder, 200 Mesh U
COL1900 GWK-AICOL1900 Column, Special Silver Packed, (Olefins) U
COL1902 GWK-AICOL1902 Column, 1902 MSR U
COL2000 GWK-AICOL2000 Column Restrictors, 1/16" x 10 mil U
COL2001 GWK-AICOL2001 Column Restrictors, 1/16"x 10 mil with 0.007 wire U
COL2002 GWK-AICOL2002 Column Restrictors, 1/8" x .125" U
COL2003 GWK-AICOL2003 Column Restrictors, 1/16" x 15 mil U
COL2004 GWK-AICOL2004 Column Restrictors, 1/16" x 5 mil U
COL2005 GWK-AICOL2005 Column Restrictors, 1/16" x 7 mil U
COL2006 GWK-AICOL2006 Maxum Oven Restrictor, 1/16" x 7 mil U
X00618 GWK-AIX00618 Column, Methanator Assembly U
X00619 GWK-AIX00619 Column, Apiezon L Hot U
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Use EU p/n C79121Z100A19 O-RING E PGC
Use EU p/n C79121Z100A20 O-RING E PGC
Use EU p/n C79121Z100A33 O-RING E PGC
Use EU p/n C7912171010A1 DICHTUNG E PGC
Use EU p/n C7912171081G20 SPIRALFEDER E PGC
Use EU p/n C7912171081G24 DRUCKFEDER E PGC
Use EU p/n C7912171253A1 KL-SICHERUNG E PGC
Use EU p/n C79165Z1418A1 VERSCHLUSSKAPPE E PGC
Use EU p/n C791657932R1 Dewar-Gefaess E PGC
Use EU p/n C79196Z1442A7 KABELVERSCHRAUBUNG, PG11 E PGC
Use EU p/n C79196Z1442A9 KABELVERSCHRAUBUNG, PG16 E PGC
Use EU p/n C79211A3001B3 Beheizte Verbindungsleitung E PGC
Use EU p/n C79211A3002A2 INJEKTOR E PGC
Use EU p/n C79211A3002B10 GEHAEUSE E PGC
Use EU p/n C79211A3002B15 FUEHRUNG, VOLLST. E PGC
Use EU p/n C79211A3002B19 ANSCHLUSS-STK. KAPILIARS.-INJEKTOR E PGC
Use EU p/n C79211A3002B20 ANSCHLUSS-STK. 1/8" SAEULE-INJEKT. E PGC
Use EU p/n C79211A3002B21 ANSCHLUSS-STK. 1/4"-SAEULE-INJEKTOR E PGC
Use EU p/n C79211A3002B22 ANSCHLUSS-STK. 2mm SAEULE-INJEKTOR/BTX E PGC
Use EU p/n C79211A3002B25 INJEKTOR-TRENNSAEULEN- ANSCHLUSSTEIL,SWA E PGC
Use EU p/n C79211A3002B29 KOPF E PGC
Use EU p/n C79211A3002B3 ANSCHLUSS-ST., INJEKTOR D=1/4" E PGC
Use EU p/n C79211A3002B30 HANDRAD E PGC
Use EU p/n C79211A3002B31 EINSATZ E PGC
Use EU p/n C79211A3002C23 VERDAMPFERROHR E PGC
Use EU p/n C79211A3002C33 VERDAMPFERROHR E PGC
Use EU p/n C79211A3002C45 VERDAMPFERROHR E PGC
Use EU p/n C79211A3003A101 FID-DETEKTOR MIT HEIZUNG 230V/100W E PGC
Use EU p/n C79211A3003A105 FID-DETEKTOR MIT HEIZUNG 115V/100W E PGC
Use EU p/n C79211A3003A2 FID-MODUL OHNE HEIZUNG E PGC
Use EU p/n C79211A3003A3 FID-MODUL FUER PROZESSCHROMATOGRAPH P30 E PGC
Use EU p/n C79211A3003A4 FID-MODUL MIT HEIZUNG E PGC
Use EU p/n C79211A3003B1 UNTERTEIL KPL.GELOETET E PGC
Use EU p/n C79211A3003B156 ZUENDMODUL NEU E PGC
Use EU p/n C79211A3003B21 HEIZPLATTE,KPL. E PGC
Use EU p/n C79211A3003B25 ZUENDMODUL E PGC
Use EU p/n C79211A3003B46 DUESE, FID KPL. E PGC
Use EU p/n C79211A3003B5 ANSCHLUSS-ST., DEDEKTOR D=1/4" E PGC
Use EU p/n C79211A3003B53 MESSKABEL E PGC
Use EU p/n C79211A3003B54 ZUENDELEKTRODE E PGC
Use EU p/n C79211A3003B62 ANSCHLUSS-STK. KAPILLARS.-DETEKTOR E PGC
Use EU p/n C79211A3003B63 ANSCHLUSS-STK. 1/8"-SAEULE-DETEKTOR E PGC
Use EU p/n C79211A3003B66 ANSCHLUSS-STK. DRM.4mm SAEULE-DETEKTOR E PGC
Use EU p/n C79211A3003B68 DETEKTOR-TRENNSAEULEN- ANSCHLUSSTEIL,SWA E PGC
Use EU p/n C79211A3004A1 NSD E PGC
Use EU p/n C79211A3004B1 DUESE E PGC
Use EU p/n C79211A3004B5 FANGELEKTRODE E PGC
Use EU p/n C79211A3004B501 FANGELEKTRODE (GOLD-AUSFUEHRUNG) E PGC
Use EU p/n C79211A3004C16 KLEMMSTIFT E PGC
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Use EU p/n C79211A3004C2 HEIZWENDEL E PGC
Use EU p/n C79211A3004D2 MESSELEKTRODE E PGC
Use EU p/n C79211A3004D3 HEIZELEKTRODE E PGC
Use EU p/n C79211A3004Y1 ISOLIERROHR E PGC
Use EU p/n C79211A3005A1 WLD 11 .| E PGC
Use EU p/n C79211A3005A109 WL-DETEKTOR, 70 MYL , 115/230V E PGC
Use EU p/n C79211A3005A110 WL-DETEKTOR, 0,35ml , 115/230V E PGC
Use EU p/n C79211A3005A111 EX-WLD-DETEKTOR, 70MYL , 115/230V E PGC
Use EU p/n C79211A3005A112 EX-WLD-DETEKTOR , 0,35ml, 115/230V E PGC
Use EU p/n C79211A3005A113 WL-DETEKTOR, 70 MYL , 115/230V E PGC
Use EU p/n C79211A3005A114 WL-DETEKTOR 0,35 ML, 115/230V E PGC
Use EU p/n C79211A3005A2 WLD-MODUL 0,350 ml N.M E PGC
Use EU p/n C79211A3005A3 WLD-MODUL FUER P300 E PGC
Use EU p/n C79211A3005A4 WLD FUER SICHROMAT E PGC
Use EU p/n C79211A3005A7 WLD 70 .| E PGC
Use EU p/n C79211A3005A8 WLD 350 .| E PGC
Use EU p/n C79211A3005B12 DICHTUNG,KPL. E PGC
Use EU p/n C79211A3005B22 WLD - VORMONT. E PGC
Use EU p/n C79211A3005B40 WLD - KOERPER E PGC
Use EU p/n C79211A3005B44 HEIZPATRONE, 115 V E PGC
Use EU p/n C79211A3005B45 TEMP.REGLER E PGC
Use EU p/n C79211A3005B5 GEHAEUSE,VORM. E PGC
Use EU p/n C79211A3006A101 FP-DETEKTOR (SCHWEFEL)MIT HEIZUNG 230V E PGC
Use EU p/n C79211A3006A109 FP-DETEKTOR (SCHWEFEL)MIT HEIZUNG 115V E PGC
Use EU p/n C79211A3006A5 FPD-MODUL FUER PROZESSCHROMATOGRAPH P10 E PGC
Use EU p/n C79211A3006B124 ZUENDKABEL , VOLLST. E PGC
Use EU p/n C79211A3006B13 ABGASROHR E PGC
Use EU p/n C79211A3006B19 KUEHLKOERPER F. FPD E PGC
Use EU p/n C79211A3006C4 DUESE E PGC
Use EU p/n C79211A3006C45 DICHTUNG E PGC
Use EU p/n C79211A3009B25 FLACHDICHTUNGEN,KUPFER (5 STCK) E PGC
Use EU p/n C79211A3009B31 ECD-DUESE, vollst. E PGC
Use EU p/n C79211A3009C30 DUESE E PGC
Use EU p/n C79211A3011B16 TRANSFERLEITUNG E PGC
Use EU p/n C79211A3011B21 KAPILLARE,PKL. E PGC
Use EU p/n C79211A3014B14 VENTILSTEUERUNGS-BAUGRUPPE E PGC
Use EU p/n C79211A3014B24 TRANSFERLEITUNG FUER HS6 E PGC
Use EU p/n C79211A3014D1 BOERDELRAND-PROBENFLASCHEN (100 STUECK), E PGC
Use EU p/n C79211A3014D10 SEPTEN, 100 STUECK, AUS SILIKON F.SCHRAU E PGC
Use EU p/n C79211A3014D11 SEPTEN, 100 STUECK, AUS SILIKON DURCHMES E PGC
Use EU p/n C79211A3014D12 SEPTEN, 100 STUECK, AUS SILIKON DURCHMES E PGC
Use EU p/n C79211A3014D16 SICHERHEITSSCHEIBEN E PGC
Use EU p/n C79211A3014D4 INJEKTORNADELN (2 STUECK) E PGC
Use EU p/n C79211A3014D6 SCHRAUBGEWINDE-PROBENFLASCHEN, 100 STUEC E PGC
Use EU p/n C79211A3014D7 SCHRAUBVERSCHLUESSE AUS ALUMINIUM, MIT S E PGC
Use EU p/n C79211A3014D8 BOERDELRANDKAPPEN-SET E PGC
Use EU p/n C79211A3014D9 SEPTEN, 100 STUECK, AUS SILIKON F.SCHRAU E PGC
Use EU p/n C79211A3017A1 PTV-INJEKTOR E PGC
Use EU p/n C79211A3017B4 VERDAMPFER E PGC
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C79211A3017B9
C79211A3017C16
C79211A3017D1
C79211A3018A1
C79211A3018B10
C79211A3018B16
C79211A3018B6
C79211A3018B7
C79211A3018B9
C79211A3018C19
C79211A3018C7
C79211A3022A2
C79211A3022B11
C79211A3023A1
C79211A3023B2
C79211A3023B3
C79211A3023B4
C79211A3023C19
C79211A3024A3
C79211A3024B14
C79211A3024B4
C79211A3026B1
C79211A3026B13
C79211A3026B5
C79211A3026B6
C79211A3026B7
C79211A3026B8
C79211A3028B3
C79211A3028C13
C79211A3030A210
C79211A3030B10
C79211A3030B9
C79211A3030C5
C79211A3050A1
C79211A3050D1
C7922171507C1
C79280A3001B8
C79280A3002A1
C79285F1252F2
C79304A3000B19
C79304A3000B2
C79304A3000B9
C79304A3000C14
C79304A3000C2
C79304A3000C25
C79304A3000C28
C79304A3000C29
C79304A3000C30
C79304A3000C31

ON COLUMN-EINSATZ
QUARZROHR
ERSATZ-LOCHSEPTEN
ANREICH.M.230V H11
ANSCHLUSSTEIL, KPL
KABEL ANREICHERUNG
KOPPELROHR, KPL.
SPEICHERROHR
HEIZUNG, KPL.
GEWINDERING
SPEICHERROHR
GASDOSIERVENTIL, 300.C
GDV ( DREHSCHIEBERVENTIL BIS 300. )
FID-EX.

DROSSEL, KPL.
DROSSEL, KPL.
DROSSEL,KPL.

DUESE, FID
HYDRIERREAKTOR,SI
HEIZPATRONEN (2 STUECK)
REAKTIONSROHR, KPL
UNTERTEIL,,KPL.

Duese, kpl.

DROSSEL, H2

DROSSEL, LUFT
GASDURCHFUEHRUNG
SOCKEL

BUCHSE, kpl.

DICHTRING
3-Wege-Kugelhahn
SPEICHERSAEULE_BTX
FOKUSSIERSAEULE
SPEICHERROHR BTX
KERAMIKVENTIL
TEILESATZ KERAMIKVENTIL
Rad.-Kugellager

LED GN MIT HUELSE
NETZTEIL P15/15

OPTISCHES FILTER, PHOSPHORSPEZIFISCH,

EINSCHRAUBVERSCHR. SS-3MO-1-2RS
ANSCHLUSS
ANSCHLUSS-SCHRAUBE

DROSSELKAPILLARE INNENDURCHMESSER 0,1 MM

SEPTUM, HOCHT.
ANSCHLUSS-INJEKTOR
DICHTSCHEIBE
DICHTSCHEIBE
DICHTSCHEIBE
DICHTSCHEIBE
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C79304A3000C32
C79304A3000C39
C79304A3000C47
C79304A3000C5
C79304A3000C56
C79304A3000C58
C79304A3000C6
C79304A3000C63
C79304A3000C66
C79304A3000D1
C79304A3000D10
C79304A3000D2
C79304Z38A3
C79304Z714A39
C79304Z714A6
C79402F779S5
C79402Z1010A2
C79402Z1010A22
C79402Z1428A3
C79402Z1428A4
C79402Z1428A5
C79402Z1428A6
C79402Z1428A9
C79402Z1441A4
C79402Z1441A6
C79402Z156R2
C79402Z556A1
C79402Z762C1
C79407Z1A1
C794441.3000B1
C794441.3000D3
C79450A3006C66
C79450A3012B11
C79450A3012B15
C79450A3014A2
C79450A3014C1
C79450A3014C4
C79450A3014C8
C79451A3007B192
C79451A3007B20
C79451A3007B42
C79451A3030D1
C79451A3040B102
C79451A3040B103
C79451A3040B105
C79451A3040B197
C79451A3040B210
C79451A3040B211
C79451A3040B214

DICHTSCHEIBE

DICHTSCHEIBE

VESPELDICHTUNG 4,0/9H9

Silicon PTFE Scheibe (Septum)

BUCHSE

DICHTSCHEIBE

SCHEIBE

DIFFUSIONSPLATTE

SCHEIBE

DROSSELKAPILLARE INNENDURCHMESSER 0,1 MM
Ex-FID-Duese+Dichtung

DROSSELKAPILLARE INNENDURCHMESSER 0,2 MM
VERSCHLUSSSCHRAUBE
Einschraubverschraubung B-200-1-2RP
EINSCHRAUBVERSCHRAUBUNG B-6MO-1-4RP
MANOMETER 16BAR / NG40
MAGNETVENTIL, O-1bar/ 24V
MAGNETVENTIL 0-10bar/EEX/24V
DRUCKSCHRAUBE

KEGELDICHTUNG, EDELSTAHL, AUSSENDURCHM.
ROTOR, 200 GRAD C

ROTOR, 300 GRAD C

KUPPLUNGSSTUECK SLC
ANSCHLUSSPLATTE

MAGNETVENTIL 4/2-WEGE

Flaschplatte

Zylinder

SCHIEBERVENTIL

TORX-WINKELDREHER M3

SPEICHERERW.

SPEICHERBAUGRUPPE

VITON-O-RING 7x2,5

KOPPELKAP.0,17

KOPPELKAP.0,43

MEMBRANVENTIL FUER GASDOSIERMODUL
STEUERKOPF ROHT.
VENTILKOREPER,ROHT

Membran fuer Membranventil aus Kalrez
TTY-KABEL (P101/P300)

FRONTPLATTE FUER P101, KPL.
BUSPLATINE

SATZ LOSER TEILE

RELAISBAUGRUPPE FUER STEUERUNG
DRUCKGEBERVERSORGUNG

STELLGLIED LGC JQ

T-VERSCHRAUBUNG

MAGNETVENTIL, kpl.

MAGNETVENTIL KPL.

HEIZSPIRALE
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C79451A3040B54
C79451A3040B66
C79451A3040B67
C79451A3040B68
C79451A3040B75
C79451A3040B84
C79451A3040B86
C79451A3040B91
C79451A3040C353
C79451A3040C353
C79451A3040C53
C79451A3040D107
C79451A3040D117
C79451A3040D31
C79451A3040D46
C79451A3101B116
C79451A3101B117
C79451A3101B119
C79451A3101B16
C79451A3101B176
C79451A3101B25
C79451A3101B28
C79451A3101B37
C79451A3101B48
C79451A3101B50
C79451A3101B54
C79451A3101B57
C79451A3101B58
C79451A3101B7
C79451A3101B9
C79451A3101B96
C79451A3101D21
C79451A3101D35
C79451A3101D36
C79451A3101D40
C79451A3101D57
C79451A3101D58
C79451A3101D60
C79451A3114B11
C79451A3114B12
C79451A3114B13
C79451A3114B14
C79451A3114B15
C79451A3114B16
C79451A3114B20
C79451A3114B21
C79451A3114B23
C79451A3114B233
C79451A3114B24

DRUCKREGLER, MIT ZAEHLWERK
HEISSLUFTGEBLAESE

GETRIEBEMOTOR

TEMPERATURFUEHLER PT100
ZIFFERNANZEIGE

NETZKABEL

KABEL FUER STEUERUNGSAUSGAENGE
SCHUTZLEITUNG

DICHTSCHEIBE

DICHTSCHEIBE

HEIZSPIRALE

TEILESATZ 10x DICHTUNGEN GRAPHIT 5 MM
TEILESATZ 10x DRUCKRINGE 5 MM
VORPRESS-ZUBEHOER

DROSSELKAPILLARE INNENDURCHMESSER 0,15 M
KABEL

KABEL

KABEL

STELLGLIED (P300)

MAGNETVENTIL

KABEL MIT FRONTSTECKER

FRONTSTECKER, 48POLIG FUER EXTERNE ANSCH
KABEL MIT FRONTSTECKER (P300)
VAA-DURCHFUEHRUNG, KURZ,BEHEIZT
V4A-DURCHFUEHRUNG, LANG,BEHEIZT
V4A-Durchfuehrung, kurz, beheizt
V4A-DURCHFUEHRUNG, KURZ
DURCHF.UNBEHEIZT

HAUBE VOLLSTAENDIG
V4A-DURCHFUEHRUNG, KURZ

NETZTEIL 24V

DRUCKREGLER MIT DRUCKANZEIGER 0 BIS 2,5
Magnetventil SLT (-D35)

Magnetventil SLT (-D36)

Zubehdér P300

Magnetventil SLT (-D57)

Magnetventil SLT (-D58)

Magnetventil SLT (-D60)

STOESSELEINHEIT FUER P101/P300 0,6 UL
STOESSELEINHEIT FUER P101/P300 1,2 UL
STOESSELEINHEIT FUER P101/P300 1,5 UL
STOESSELEINHEIT FUER P101/P300, 2,4 UL
STOESSELEINHEIT FUER P101/P300, 5.3 UL
STOESSELEINHEIT FUER P101/P300, 9,5 UL
FLUESSIGDOSIERVENTIL, FUER P300
FLUESSIGDOSIERVENTILR, FUER P300
FLUESSIGDOSIERVENTIL MIT HEIZKOERPER, FU
FDV 0,6MYL, 1/8" MAXII
FLUESSIGDOSIERVENTIL MIT HEIZKOERPER, FU
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C79451A3114B25
C79451A3114B27
C79451A3114B29
C79451A3114B30
C79451A3114B31
C79451A3114B32
C79451A3114B35
C79451A3114B36
C79451A3114B80
C79451A3114B9
C79451A3114C34
C79451A3114C35
C79451A3114C39
C79451A3127A2
C79451A3154B14
C79451A3154B28
C79451A3154B45
C79451A3154D19
C79451A3154D20
C79451A3154D21
C79451A3154Y95
C79451A3172B1
C79451A3173B10
C79451A3173B14
C79451A3173B15
C79451A3173B21
C79451A3173B25
C79451A3173B26
C79451A3173B27
C79451A3173B28
C79451A3173B29
C79451A3173B30
C79451A3173B31
C79451A3173B9
C79451A3173C15
C79451A3173C27
C79451A3173C28
C79451A3323B101
C79451A3323B102
C79451A3323B103
C79451A3323B12
C79451A3323B17
C79451A3323B18
C79451A3323B215
C79451A3323B232
C79451A3323B51
C79451A3323B60
C79451A3323B61
C79451A3323B62

FLUESSIGDOSIERVENTIL MIT HEIZKOERPER, FU
FLUESSIGDOSIERVENTIL MIT HEIZKOERPER, FU
FLUESSIGDOSIERVENTIL
FLUESSIGDOSIERVENTIL MIT HEIZKOERPER, FU
FLUESSIGDOSIERVENTIL MIT HEIZKOERPER, FU
FLUESSIGDOSIERVENTIL MIT HEIZKOERPER, FU
FDV 0,6MYL./1,5MM

FDV 2,4MYL./1,5MM

STEUERZYLINDER VA. KEGEL

EINLASSTEIL 1,5mm

DICHTUNG

DICHTUNG, 15 % GLAS

HUELSE

GASDOSIERMODUL MB F.SICHROMAT 115V
PROBENSPRITZE

LICHTSCHRANKE

SPUELFLUESSIGKEITSTANK
PROBENFLASCHEN AUS GLAS (1SA=100 STUECK)
Boerdelrandkappen N13/1SZ=100ST
MIKROPROBENEINSAETZE AUS GLAS 1
SCHAUGLAS

3-WEGE-VENTIL

VERDAMPFERGLAS

DOSIERSTOESSEL, 0,5 UL

DOSIERSTOESSEL, 1,0 UL

INJEKTOREINSATZ FUER INJEKTOR C79211-A30
KOPF SAMPLER (FUER INJEKTOR
DOSIERSTOESSEL, 2,0 UL

DOSIERSTOESSEL, 3,0 UL

DOSIERSTOESSEL, 4,0 UL

DOSIERSTOESSEL, 5,0 UL

LOCHSTOESSEL F. DOSIERVENTIL
KERBNUT-DOSIERSTOESSEL, 0,15 UL
PROBENDURCHGANGSTEIL

Kolben

PTFE-SCHLAUCH, INNENDURCHMESSER 2 MM
PTFE-SCHLAUCH, INNENDURCHMESSER 0,3 MM
Messkabel 2-8

Steuerkabel 2-8

DETEKTORKABEL

HEISSLUFTGEBLAESE

SCHRITTMOTOR

TEMPERATURFUEHLER FUER JE 1 OFENKAMMER
WAERMETAUSCHER

GETRIEBEMOTOR

NV-REGLER

NETZPLATINE 1

NETZPLATINE 2

KLAPPENELEKTRONIK
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Part Number (US) Part Number (EU) Description Other Information SN & Kit Ann'l Min. Loc Section Listed
Warr'y Qty Rate Qty
Use EU p/n C79451A3323C17 Steg E PGC
Use EU p/n C79451A3323C7 Achse E PGC
Use EU p/n C79451A3323C8 Traeger E PGC
Use EU p/n C79451A3323D26 GASREINIGUNGSFILTER AUS EDELSTAHL, GEFUE E PGC
Use EU p/n C79451A3324B200 Baugruppentraeger SICHROMAT o. Buspl. E PGC
Use EU p/n C79451A3324B66 KABEL,2-KANAL A+B E PGC
Use EU p/n C79451A3324B67 KABEL,4-KANAL A-D E PGC
Use EU p/n C79451A3324B72 INTEGRATORKABEL SP E PGC
Use EU p/n C79451A3358B117 BATTERIEGEHAEUSE E PGC
Use EU p/n C79451A3358B161 KLEMMENPLATTE JQ E PGC
Use EU p/n C79451A3358B162 KLEMMENPLATTE JQ E PGC
Use EU p/n C79451A3358B164 SCHNITTST.-PLAT JQ E PGC
Use EU p/n C79451A3358B242 MV-LEITUNG E PGC
Use EU p/n C79451A3358B30 HEIZPLATTE (OBEN) E PGC
Use EU p/n C79451A3358B31 HEIZPLATTE (UNTEN) E PGC
Use EU p/n C79451A3358B91 FID, EXPLOSIONSGESCHUETZT BIS FABNR. D13 E PGC
Use EU p/n C79451A3358B93 HEIZPATRONE KPL. E PGC
Use EU p/n C79451A3358B95 HEIZPATRONE E PGC
Use EU p/n C79451A3358C117 DICHTUNG E PGC
Use EU p/n C79451A3358C74 ISOLATION, hinten E PGC
Use EU p/n C79451A3358C97 BUCHSE E PGC
Use EU p/n C79451A3358D16 ELEKTRONIK-ERWEITG. E07 E PGC
Use EU p/n C79451A3364A25 Probenschaukel gross E PGC
Use EU p/n C79451A3364A30 KOMPENSOGRAPH X-T C1031 E PGC
Use EU p/n C79451A3364A31 MESSANSCHLUSSLEITUNGEN E PGC
Use EU p/n C79451A3364A32 DR 215-N (DIN A4), 9 NADELN E PGC
Use EU p/n C79451A3364A33 CENTRONICS, PARALLEL SCHNITTSTELLE E PGC
Use EU p/n C79451A3364A34 STECKLEITUNG E PGC
Use EU p/n C79451A3364A35 V.24-TTY, KOMBI-SCHNITTSTELLE E PGC
Use EU p/n C79451A3364A36 KOMPENSOGRAPH X-T C1013 E PGC
Use EU p/n C79451A3364A37 Aufwickelrolle E PGC
Use EU p/n C79451A3364A40 P101/P300-Interface-ChromLan PIC101 E PGC
Use EU p/n C79451A3364A45 Probenschaukel gross im Ex-Gehaeuse E PGC
Use EU p/n C79451A3364A46 Reparatur Kombi-Reaktor im Austausch E PGC
Use EU p/n C79451A3364B125 FDV-TIEFDOS. M. GLASVERDAMP.,US-VERSION E PGC
Use EU p/n C79451A3364B127 FDV-TIEFDOSIERUNG, US-VERSION E PGC
Use EU p/n C79451A3364B128 FDV-TIEFDOSIERUNG MONEL, US-VERSION E PGC
Use EU p/n C79451A3364B129 FDV-TIEFDOSIERUNG HASTELLOY, US-VERSION E PGC
Use EU p/n C79451A3364B227 FDV-TIEFENDOS., kpl. MaxII E PGC
Use EU p/n C79451A3364B228 FDV-TIEFDOSIERUNG MONEL, US-VERSION E PGC
Use EU p/n C79451A3364B229 FDV-TIEFDOSIERUNG HASTELLOY, US-VERSION E PGC
Use EU p/n C79451A3364B25 FDV-TIEFDOS. MIT GLASVERDAMPFER kpl. E PGC
Use EU p/n C79451A3364B26 ANPASSUNG P200 E PGC
Use EU p/n C79451A3364B27 FDV-TIEFENDOSIERUNG, kpl. E PGC
Use EU p/n C79451A3364B53 PROBENDURCHGANGSTEIL (Henkel-Standard) E PGC
Use EU p/n C79451A3364B84 FDV-TIEFENDOSIERUNG MONEL, kpl. E PGC
Use EU p/n C79451A3364B86 Filter FPD (Booster-Filter) E PGC
Use EU p/n C79451A3364B90 Halter Probenschaukel E PGC
Use EU p/n C79451A3364B98 VERBIND-KABEL MOD. (5m) E PGC
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Use EU p/n C79451A3364C108 Frei E PGC
Use EU p/n C79451A3364C126 Kolben fuer Tiefdosierung gross E PGC
Use EU p/n C79451A3364C136 DICHTUNG PTFE, ID: 2 mm (Chlorgasventil) E PGC
Use EU p/n C79451A3364C169 WLD-Vorverstérkerkarte fur Optichrom-Adv E PGC
Use EU p/n C79451A3364C200 Montagewinkel Kugelhahn Serie 41/42 E PGC
Use EU p/n C79451A3364C22 Einlegepléattchen mit Spitze E PGC
Use EU p/n C79451A3364C270 Montagewinkel Filter 130 liegend Verschr E PGC
Use EU p/n C79451A3364C362 ZWISCHENPLATTE (ANPASSUNG WLD-A8 - P101) E PGC
Use EU p/n C79451A3364C42 O-RING 44,17 x 1,78 FPM gruin E PGC
Use EU p/n C79451A3364C427 Verbindungsteil VN606 E PGC
Use EU p/n C79451A3364C428 Verbindungsteil VN607 E PGC
Use EU p/n C79451A3364C429 Verbindungsteil VN604 E PGC
Use EU p/n C79451A3364C43 O-RING (VITON) E PGC
Use EU p/n C79451A3364C431 Platine TOP 401-1810 ( RGC202 ) E PGC
Use EU p/n C79451A3364C64 SAPHIRSTOESSEL 2,4 E PGC
Use EU p/n C79451A3364C79 O-RING (VITON) E PGC
Use EU p/n C79451A3364C80 Halter fuer Reagenzglas E PGC
Use EU p/n C79451A3364C81 Ueberwurfmutter f. Halterung Reagenzglas E PGC
Use EU p/n C79451A3364C96 Rohr 3,0 x 0,2 E PGC
Use EU p/n C79451A3364D10 FLBG P30/30-P300 E PGC
Use EU p/n C79451A3364D11 BS-DRUCKUEBERWACHUNG FUER ED.II E PGC
Use EU p/n C79451A3364D15 RS 232- RS 485 E PGC
Use EU p/n C79451A3364D16 RS232-TTY E PGC
Use EU p/n C79451A3364D17 TRENNSCHALTVERSTAERKER WE/77EX-1, MONOST E PGC
Use EU p/n C79451A3364D18 TRENNSCHALTVERSTAERKER WE/77EX-1, BISTAB E PGC
Use EU p/n C79451A3364D19 TRENNSCHALTVERSTAERKER WE/77EX-2, 2-KANA E PGC
Use EU p/n C79451A3364D20 TRENNSCHALTVERSTAERKER MIT ZEITVERZ GERU E PGC
Use EU p/n C79451A3364D21 TRENNWANDLER 0-20MA , 500 OHM 24VUC , 7N E PGC
Use EU p/n C79451A3364D22 TRENNWANDLER 0-20MA , 7000HM 24VDC , KNI E PGC
Use EU p/n C79451A3364D23 KLEMMENRELAIS 1 WECHSLER E PGC
Use EU p/n C79451A3364D24 ZUBEHOER ZU EINEM 4-FACH STEUERMAGNETVEN E PGC
Use EU p/n C79451A3364D25 EX-DRUCKSCHALTER FEMA EINGEBAUT E PGC
Use EU p/n C79451A3364D26 KONTAKTMANOMETER WIKA MIT WE77 , EINGEBA E PGC
Use EU p/n C79451A3364D27 SICHERHEITSABSCHALTUNG DER PROBE BEI TG( E PGC
Use EU p/n C79451A3364D28 SICHERHEITSABSCHALTUNG DER PROBE BEI TG E PGC
Use EU p/n C79451A3364D29 BEIPACK ZUBEHOER 30 SICHERUNGEN UND E PGC
Use EU p/n C79451A3364D38 TRENNSCHALTVERSTAERKER KFD2-SR-Ex2.W E PGC
Use EU p/n C79451A3364D39 TRENNWANDLER KFD2-CD-Ex1.32 E PGC
Use EU p/n C79451A3364D40 GRUNDBEST.(VERSION II)BASF-STANDART-AN. E PGC
Use EU p/n C79451A3364D41 TRENNSCHALTVERSTAERKER KFA6-SR2-Ex1.W E PGC
Use EU p/n C79451A3364D42 PROFIBUS DP AUSGANG E PGC
Use EU p/n C79451A3364D43 Verdampungseinheit HPD fuer Siemens FDV E PGC
Use EU p/n C79451A3364D44 Repair-Kit fuer Kombi-Reaktor E PGC
Use EU p/n C79451A3364D45 Verdampungseinheit HPD fuer Siemens FDV E PGC
Use EU p/n C79451A3364D46 Rep.-Satz f. C7451A3364-D43,D45,D47,D48 E PGC
Use EU p/n C79451A3364D47 Verdampfungseinheit HPD fuer Siemens FDV E PGC
Use EU p/n C79451A3364D48 Verdampfungseinheit HPD fuer Siemens FDV E PGC
Use EU p/n C79451A3364D50 TTY-Repeater E PGC
Use EU p/n C79451A3364D51 Verschraubungs-Satz fur Standard FDV E PGC
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C79451A3364D52
C79451A3364D54
C79451A3364D55
C79451A3364D59
C79451A3364D60
C79451A3364D61
C79451A3370B103
C79451A3370B106
C79451A3370B107
C79451A3370B69
C79451A3370B816
C79451A3370D21
C79451A3370D27
C79451A3404B174
C79451A3404B190
C79451A3404B191
C79451A3404B221
C79451A3404B811
C79451A3404B812
C79451A3404C64
C79451A3404C66
C79451A3404D113
C79451A3404D116
C79451A3404D142
C79451A3404D163
C79451A3404D166
C79451A3404D171
C79451A3404D201
C79451A3404D202
C79451A3404D203
C79451A3404D204
C79451A3404D242
C79451A3404D247
C79451A3404D248
C79451A3404D311
C79451A3404D318
C79451A3404D346
C79451A3412B12
C79451A3422B21
C79451A3422C15
C79451A3422D101
C79451A3422D156
C79451A3448B1
C79451A3448B44
C79451A3448C70
C7945171038U5
C7945171038U7
C7945171398U1
C7945171448U1

Verschraubungs-Satz fur FDV, Tiefdosier.
Verschr.-Satz fur USA-FDV, Tiefdosier.
SET VON TORX-WINKELSCHRAUBEN-DREHERN
BS Flash Heater fur MAXUM ED |1
ChromLAN Gateway

ELAN Gateway

ANSCHLUSSP.P102 FBG JQ
NETZPLATTE P102 JQ
AXIALLUEFTER 24V 120MM X 120MM
TTY-KABEL

ZUSATZPLATINE TYLAN
ANREICH.M.115V/H12
RUECKWANDVERDR.H11

GESTELL, KPL.

FID , VORMONT.

EX-FID VORMONTIERT
LED-PLATTE MIT WINKEL
BUSPLATINE

BUSPLATINE (ALL IN ONE)
VERSCHLUSSCHRAUBE "EEX"
DICHTUNG

BS-PROBENEING. P13
BS-PROBENEING. P16
BS-PROBENEING. P42
BS-BROBENEING. P63
BS-PROBENEING. P66
BS-PROBENEING. P71
BS-STEUERL.1MV.M01
BS-STEUERL.2MV.M02
BS-STEUERL.3MV.M03
BS-STEUERL.4MV.M04

BS-EX-FID, D02

BS-WLD 0,35ML__DO07

BS-WLD 70MYL___ D08
BS-SAEULENSCH. S11
BS-SAEULENSCH. S18
BS-SAEULENSCH. S46
STEUERKABEL

WANNE, KPL.

MANOMETER FUER RGC202, 4bar
BS-PROBENEING._P51
BS-PROBENEING. P06
STELLGLIEDPLATTE, kompakt
GEHAEUSE KPL

ISOLATION

NETZTEIL, DC 24 V

NETZTEIL FUER ZUSATZELEKTONIK
MONITOR

BEDIENTABLEAU
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Part Number (US) Part Number (EU) Description Other Information Weight kg. SN & Kit Ann'l Min. Loc Section Listed
Warr'y Qty Rate Qty
Use EU p/n C7945171448U13 STEUERGERAET 230V E PGC
Use EU p/n C7945171448U2 DRUCKWAECHTER E PGC
Use EU p/n C794517542U170 TASTATUR, KOMPLETT MIT ANSCHLUSSKABEL E PGC
Use EU p/n C7945271279A2 BOERDELRANDKAPPE E PGC
Use EU p/n C7945271279A3 MIKROPROBENEINSATZ E PGC
Use EU p/n C7945271279A4 FEDEREINSATZ VA E PGC
Use EU p/n C7945271279A5 INJEKTIONSFLASCHE E PGC
Use EU p/n C7945271355A2 INJEKTIONSNADEL E PGC
Use EU p/n C79453A3033A952 FASERSCHREIBEINSATZ BLAU E PGC
Use EU p/n C79458A3404B811 BUSPLATINE FUER EDITION I E PGC
Use EU p/n C79458L1012A1 ANSCHALTUNG-2 E PGC
Use EU p/n C79458L1013A1 10P JQ E PGC
Use EU p/n C79458L201A1 PROG.EIN-AUSG 1 FBG E PGC
Use EU p/n C79458L.202A1 PROGRAM. E/A E PGC
Use EU p/n C79458L212A3 BEDIENFELDANSCHTG. E PGC
Use EU p/n C79458L212A3 BEDIENFELDANSCHTG. E PGC
Use EU p/n C79458L213A1 FBG INTEGRIERENDE ANALOGEINGABE E PGC
Use EU p/n C79458L213A5 ANALogeingabe E PGC
Use EU p/n C79458L218A2 ZENTRALPROZESSOR E PGC
Use EU p/n C79458L220A2 SPG.VERS(+15V,+5V) E PGC
Use EU p/n C79458L.2232A1 M-CPU JQ E PGC
Use EU p/n C79458L.2232A2 PCPU 1 E PGC
Use EU p/n C79458L.2428A2 ELEKTRONIKBAUGRUPPE FUER ANSCHALTVERSTAE E PGC
Use EU p/n C79458L250A1 FID-VERSTAERKER JQ E PGC
Use EU p/n C79458L251A1 REGLER P101 E PGC
Use EU p/n C79458L251A11 REGLER P101 E PGC
Use EU p/n C79458L252A1 FID-VERSORGUNG JQ E PGC
Use EU p/n C79458L252A5 FBG P101/FID J7 E PGC
Use EU p/n C79458L253A1 TEMP. REGLER E PGC
Use EU p/n C79458L254A3 WLD-VERSTAERKER JQ E PGC
Use EU p/n C79458L.254B1 WINKEL VOLLST E PGC
Use EU p/n C79458L255A2 WLD-VERSORGUNG JQ E PGC
Use EU p/n C79458L255A3 EX-WLD-VERSORG. JQ E PGC
Use EU p/n C79458L255A5 VERS. WLD E PGC
Use EU p/n C79458L256A1 NSD-VERSORGUNG JQ E PGC
Use EU p/n C79458L257A1 FPD-VERSORGUNG JQ E PGC
Use EU p/n C79458L257A5 P101 FPD VERST. JT E PGC
Use EU p/n C79458L258A1 ECD-VERSTAERKER JQ E PGC
Use EU p/n C79458L259A1 ECD-VERSORGUNG JQ E PGC
Use EU p/n C79458L489A1 HUBSTEUERUNG E PGC
Use EU p/n C79458L490A1 DISPLAY-ANSCHALTNG E PGC
Use EU p/n C79458L491A1 PP STEUERUNG E PGC
Use EU p/n C79458L498A2 ANSCHALTVERSTAERKER E PGC
Use EU p/n C9451A3364D50 TTY-Repeater E PGC
Use EU p/n F741217100A6 O-RING E PGC
Use EU p/n F74211A113C4 DICHTUNG E PGC
Use EU p/n F74211A113C6 HUELSE E PGC
Use EU p/n F74211A116B52 NETZTEIL E PGC
Use EU p/n F74211A117B38 Zuendelektrode fuer FID P200 E PGC
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F74211A117C27
F74304A16B137
F74304A16B26
F74304A16B29
F74304A16B298
F74304A16B33
F74304A16C2
F74304A16C236
F74304A16C244
F74304A16C251
F74304A16C294
F74304A16C299
F74304A16C447
F74304A16C876
F74304A16C897
F74402E156A2
F79047E1007A1
F79047E1007A2
F79079U1A15
F79211A3002D1
F79211A3003C3
F79211A3003C4
F79211A3003C5
F79211A3006B17
F79211A3006B25
F79211A3017C16
F79211A3023C21
F79402E871A1
F79450A3006A3
F79450A3006C33
F79451A3040B198
F79451A3040B206
F79451A3040C353
F79451A3040D32
F79451A3323C13
F79451A3358B161
F79451A3358C110
F79451A3358C97
F79451A3364B27
F79451A3370B103
F79451A3370B106
F79451A3370B78
F79451A3404B25
F79451A3404C272

F79451A3404C284

F79451E3172A1
F79458L1011A1
GWK-10558294
GWK-AAI2021319

ISOLATOR FID (P300)

ROHR VOLLSTAENDIG FUER FID (P200)
DROSSEL

DROSSEL

KAPILLARADAPTER

DROSSEL

UEBERWURFMUTTER

DICHTUNG PTFE, AD: 1,5 mm
DRUCKRING

AUSSENRING

BUCHSE

BUCHSE G1/8 - 1,5mm

MUTTER

STUTZEN

DICHTUNG

O-RING

HUBMAGNET-ANORDNUNG F. GETRIEBEMOTOR 2-8
BREMSNOCKE

Leitungs-Einfuehrung EExdIIC
SEPTEN, 20 STUECK

Spannzange

Druckschraube

Buchse

FPD-KABEL ( VERSORGUNG)
FPD-KABEL, MESS.
PTV-Verdampferrohr, mit Glaswolle gef.
DICHTSCHEIBE

O-RING, INNENDURCHMESSER 10 MM,
DRUCKREGLER, 4bar

DECKEL

DICHTUNG (SATZ)

MAGNETVENTIL, GESCHL.
DICHTSCHEIBE
LIVE-SCHALTG.ZUBEH

Excenter

KLEMMENPLATTE JT

DICHTUNG

BUCHSE

FDV-TIEFENDOSIERUNG, kpl. (Monel-Ausf.)
ANSCHLUSSPLATTE

NETZPLATTE P102 JQ
VERBIND-KABEL MOD.

HALTER,FDV AUSSEN

DICHTUNG

AUSBLASDROSSEL
STOESSELDICHTUNG
ANSCHALTUNG

SIEMENS-SCHILD, ( 18,6 X 69mm )
FID, Grundkdrper (BOTTOM, BODY)
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Part Number (US) Part Number (EU) Description Other Information Weight kg. SN & Kit Ann'l Min. Loc Section Listed
Warr'y Qty Rate Qty
Use EU p/n GWK-AAI2021347 FID Flammensperre "EX" E PGC
Use EU p/n GWK-AAID20-15 Sample Loop D20 - 15 E PGC
Use EU p/n GWK-AAIDRRP10AL-40 Druckregler RP10 E PGC
Use EU p/n GWK-AAIFLOWMET521( Flowmeter (Tube & Float) E PGC
Use EU p/n GWK-AAIGEST001 GESTELL, KPL. E PGC
Use EU p/n GWK-AAIHPD014 -Kant Doppelnippel 1/2" E PGC
Use EU p/n GWK-AAIHPT0001 Hochleistungsheizpatrone 230V AC E PGC
Use EU p/n GWK-AAIHPT0002 Hochleistungsheizpatrone 115V AC E PGC
Use EU p/n GWK-AAIPM9899-022 PUMPE F. ADVANCE OPTIMA E PGC
Use EU p/n GWK-AAIPNEUKEYD20 Manueller Pneumat. Schlisselschalter E PGC
Use EU p/n GWK-AAIR5-100-440 Restrictor R - 5 - 100 - 440 E PGC
Use EU p/n GWK-AAIR5-10-10 Restrictor R-5-10 - 10 E PGC
Use EU p/n GWK-AAIR5-15-10 Restrictor R-5-15 - 10 E PGC
Use EU p/n GWK-AAIR5-20-10 Restrictor R-5- 20 - 10 E PGC
Use EU p/n GWK-AAIR5-25-10 Restrictor R-5- 25 - 10 E PGC
Use EU p/n GWK-AAIR5-30-10 Restrictor R-5-30 - 10 E PGC
Use EU p/n GWK-AAIR5-40-10 Restrictor R- 5 - 40 - 10 E PGC
Use EU p/n GWK-AAIR7-15-40 Restrictor R- 7 - 15 - 40 E PGC
Use EU p/n GWK-AAIR7-20-40 Restrictor R - 7 - 20 - 40 E PGC
Use EU p/n GWK-AAIR7-25-40 Restrictor R - 7 - 25 - 40 E PGC
Use EU p/n GWK-AAIR7-35-40 Restrictor R- 7 - 35 - 40 E PGC
Use EU p/n GWK-AAIR7-40-40 Restrictor R - 7 - 40 - 40 E PGC
Use EU p/n GWK-AAIVALCOERSO5: Rotor f. Valco-Vent. (SSAC6WE) E PGC
Use EU p/n GWK-AAIVALCOERS151 Valco-Ventil (ATC6UWE) E PGC
Use EU p/n GWK-AAIVALCOERS15:Z Valco-Ventil (ATCI4UWEL/2EB) E PGC
Use EU p/n GWK-AAIVALCOERS15: Valco-Ventil (ATCI4WE.06/.1HC-AA) E PGC
Use EU p/n GWK-AAIVALCOERS15¢ Valco-Ventil (ATCI4WE.06/.1) E PGC
Use EU p/n GWK-AAIVALCOERS15¢ Valco-Ventil (ATCI4UWE.2/.5) E PGC
Use EU p/n GWK-AAIVALCOERS161Valco-Ventil (ATC6WE) E PGC
Use EU p/n GWK-AAIVALCOERS16: Valco-Ventil (ATCI4WP.2/.5EB) E PGC
Use EU p/n GWK-AAIVALCOERS164 Valco-Ventil (ATCI4WP.1/.2EB) E PGC
Use EU p/n GWK-AAIVALCOERS16E Valco-Ventil (ATCI4UWE.5/1) E PGC
Use EU p/n GWK-AAIVALCOERS20( Verbindungsstiick (Valco ZU1M) E PGC
Use EU p/n GWK-AAIWTHO001 Doppel PT100 ; Eintauch-Widerstandstherm E PGC
Use EU p/n GWK-AUT362-1 Sonderabwicklung AUT 362 E PGC
Use EU p/n GWK-CHR20001653-11 Ersatzkueken m. Septum f. Toeplerpump E PGC
Use EU p/n GWK-CHR20001653-14 Absperrventil f. U-Rohr f. Toeplerpump E PGC
Use EU p/n GWK-CHR20001653-16 Kurbelantrieb m. O-Ringen f. Toeplerpump E PGC
Use EU p/n GWK-CHR20001703-02 Fiber Optic Connector E PGC
Use EU p/n GWK-CHR20001703-03 Almatec Pumpe mit Pulsationsdaempfer E PGC
Use EU p/n GWK-CHR20001703-04 Druckregler mit Manometer aus Edelstahl E PGC
Use EU p/n GWK-CHR20001703-05 Connectors for the pump of AT-9820-01 E PGC
Use EU p/n GWK-CHR20001703-06 Level sensor for the pump of AT-9820-01 E PGC
Use EU p/n GWK-CHR20001703-08 LWL-Service-Koffer E PGC
Use EU p/n GWK-CHRAAI-KAT1-L1 Trennsaeule E PGC
Use EU p/n GWK-CHRAAI-KAT1-L2 Trennsaeule E PGC
Use EU p/n GWK-CHRAAI-KAT1-L3 Trennsaeule E PGC
Use EU p/n GWK-CHRAAI-KAT2-L1 Trennsaeule E PGC
Use EU p/n GWK-CHRAAI-KAT2-L2 Trennsaeule E PGC
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GWK-CHRAAI-KAT2-L3
GWK-CHRAAI-KAT3-L1
GWK-CHRAAI-KAT3-L2
GWK-CHRAAI-KAT3-L3

Trennsaeule
Trennsaeule
Trennsaeule
Trennsaeule

GWK-CHRAMCHR20235 CO2-Falle, 1/8"-Fittings
GWK-CHRAMCHR20235 CO2-Falle, 1/4"-Fittings

GWK-CHRBASIS1342
GWK-CHRBASIS137
GWK-CHRBASIS163
GWK-CHRD1480ERW
GWK-CHRD1670ERW

Titan-Stitzhilse 10mm

Gasverteilungsrohr 175D

UMRUESTSATZ (ANPASSUNG WLD P102 - P101)
Nachruestung 2.0fen D1480

Nachruestung 2.0fen D1670

GWK-CHRDRUBEHE17Z Verdampfungsdruckregler beheizt D1727

GWK-CHRDRUD1668
GWK-CHRDRUD1799

Tintenstrahldrucker HPDJ 400C
DRUCKER HP-DJ690C+ 230VAC

GWK-CHRELREGLR260 ELEKTRONISCHER REGLER

GWK-CHRENTNI63
GWK-CHRERS1
GWK-CHRERS10
GWK-CHRERS100
GWK-CHRERS11
GWK-CHRERS13
GWK-CHRERS14
GWK-CHRERS15
GWK-CHRERS16
GWK-CHRERS17
GWK-CHRERS18
GWK-CHRERS19
GWK-CHRERS2
GWK-CHRERS20
GWK-CHRERS21
GWK-CHRERS22
GWK-CHRERS23
GWK-CHRERS24
GWK-CHRERS25
GWK-CHRERS26
GWK-CHRERS27
GWK-CHRERS28
GWK-CHRERS3
GWK-CHRERS31
GWK-CHRERS32
GWK-CHRERS33
GWK-CHRERS34
GWK-CHRERS35
GWK-CHRERS36
GWK-CHRERS37
GWK-CHRERS38
GWK-CHRERS39
GWK-CHRERS4
GWK-CHRERS40

Entsorgung Folie Nickel 63

Molekularsieb 0,5nm

Akku 3,6V / 150mA

NI-MH BATTERY PACK FOR LIFEBOOK C4135
Zugseil f. Druckkopf SP4400 (ChromJet)
V-BELT, RIEMEN, SPA 1320

E-VALVE, VENTIL, TEN

E-VALVE NOZZLE VENTIL-STUTZEN, 0,6,
DRYER ADK 163 BOERDEL

INSPECTION WINDOW

LIQUID SEPARATOR

FLOW SWITCH

TEILESATZ VESPELDICHTUNGEN
PRESSURE SWITCH

THERMOSTATE

THERMOSTATE, ALARM

PRESSURE SWITCH

FILTER

FILTER INSERTS FOR SWIRLCLEAN-FILTER
FILTER INSERTS FOR GENIEFILTER
UMRUSTSATZ ANSCHLUSS.-TEILE FUR WLD-A9
PTFE-Filterelement (10er Box)

Porapac T (50/80 MESH)

DOSIERVENTIL, DS 10 PORTS

Heizhuelse P300

Druckluftfilter (Balston)

Filterelement 050-05-BX

Molykotefett 111

Klemmstecker 25-polig

Pneum. 2-Wege-Membranventil PTFE
VENTILMEMBRAN

Push-Button-Ventil (VLLMA)

Chromosorb 104 (60/80 MESH)

Ventil fir Probenzylinder
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GWK-CHRERS41
GWK-CHRERS42
GWK-CHRERS45
GWK-CHRERS46
GWK-CHRERS47
GWK-CHRERS48
GWK-CHRERS5

GWK-CHRERS51
GWK-CHRERS52
GWK-CHRERS53
GWK-CHRERS54
GWK-CHRERS55
GWK-CHRERS56
GWK-CHRERS57
GWK-CHRERS6

GWK-CHRERS63
GWK-CHRERS66
GWK-CHRERS67
GWK-CHRERS69
GWK-CHRERS?7

GWK-CHRERS70
GWK-CHRERS71
GWK-CHRERS73
GWK-CHRERS74
GWK-CHRERS76
GWK-CHRERS77
GWK-CHRERS78
GWK-CHRERSS

GWK-CHRERS9

Berstscheibe fuir Probenzylinder
Verdampfungsdruckregler elektr. beheizt

SATZ ANSCHLUSS-TEILE CRACK-REAKTOR
WELLMEMBRANE FUR MEMBRANPUMPE N 026
VENTILSCHEIBE FUR MEMBRANPUMPE N 026
RING FUR MEMBRANPUMPE N 026
Molekularsieb 5A (60/80 MESH)

HEIZPATRONE FUR MEMBRANPUMPE N 026
Termosensitives Papier fur SP 4270/4290

SATZ VERSCHR.-TEILE TRENNSAEULE 2 - 3 MM
DRUCKSCHEIBENSCHLUSSEL F. PUMPE N 026
Membrane fiir 2-Wege-Membranventil PTFE
3/2-Wege-Magnetventil EEX ED IIC T4

Silicon PTFE Scheibe

Verschraubungen fuer Valco-Ventil

T-Stick (5-1,5-5mm), PTFE

O-RING (VITON)

O-RING (VITON)

SICH. M2,5A 250V

SATZ VERSCHR.-TEILE TRENNSAEULE 2 - 4 MM
TENAX TA (80/100 MESH)

KOPF FUER MEMBRANPUMPE NA 145AN.27
ASF MEMBRANPUMPE MIT ATB
REPARATUR-SET F. ASF MEMBRANPUMPE
MAGNETVENTIL 24V FUER GASVERSORGUNG
Fast Loop Filter

Filter Cartridge

SATZ VERSCHR.-TEILE TRENNSAEULE 4 - 4 MM
Silikonstopfen fur Toeplerpumpe

GWK-CHRERSATSD189 ERSATZ-TRENNSAEULENSATZ FUER D1894
GWK-CHRERSATSD189 ERSATZ-TRENNSAEULENSATZ FUER D1895/D1896
GWK-CHRERSATSD189 ERSATZ-TRENNSAEULENSATZ FUER D1897
GWK-CHRERSATSD189 ERSATZ-TRENNSAEULENSATZ FUER D1898
GWK-CHRERSATSD189 ERSATZ-TRENNSAEULENSATZ FUER D1899

GWK-CHRERSATZ

Ersatzteil fir GC:

GWK-CHRERSNADELO1Ersatznadeln fur Luer-Lock-Anschluss
GWK-CHRERSNADELOZ Ersatznadeln fir 25-500p1 Spritzen
GWK-CHRFILTGEH1727 Filtergehaeuse m.Bypass u.Anschl. D1727
GWK-CHRHPR1-100041 Diaphragm Assembly, 0-10,25,50,100 PSIG
GWK-CHRHPR1-102636 Poppet, Seat and Spring Kit
GWK-CHRHPR2-101875 Temperaturregler

GWK-CHRISOLIERUNG Isolierung fuer PT100-Anschluss FID

GWK-CHRKHZ-75394

GWK-CHRLAPTCP658
GWK-CHRLAPTCP660
GWK-CHRLAPTD1668
GWK-CHRLAPTD1676

Katalysator-Heizung 75394-220

Laptop Mobile 300CTE italienisch

Notebook SNI-Mobile 320

LAPTOP INKL. SOFTWAREINSTALLATION
TOP INKL. SOFTWAREINSTALLATION

GWK-CHRLAPTMOB360 Laptop Mobile 360 DT

GWK-CHRMATD1654

Aenderung D 1654
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Part Number (US) Part Number (EU) Description Other Information Weight kg. SN & Kit Ann'l Min. Loc Section Listed
Warr'y Qty Rate Qty
Use EU p/n GWK-CHRMODEM2 ISDN Adapter intern E PGC
Use EU p/n GWK-CHRMODEM3 US Robotics 56K Modem E PGC
Use EU p/n GWK-CHRMODEMEXT US Robotics 56K Modem E PGC
Use EU p/n GWK-CHRMODEMINT Modem PC Card E PGC
Use EU p/n GWK-CHRMTO010-032 Heizelement, 230V/200W E PGC
Use EU p/n GWK-CHRMTO010-037  Temp.-Messwiderstand,PT2x1000hm E PGC
Use EU p/n GWK-CHRMTO010-038  Temp.-Messwiderstand PT 1x100 Ohm E PGC
Use EU p/n GWK-CHRMT101-002-4 Dichtkegelsatz PTFE-TFM / Plain E PGC
Use EU p/n GWK-CHRMT101-002-5 Dichtkegelsatz PTFE/Carbon 10% E PGC
Use EU p/n GWK-CHRMT101-002-9 Dichtkegelsatz PTFE/Vertaflon E PGC
Use EU p/n GWK-CHRMT101-009 Dichtscheibe/PTFE Glassfiber E PGC
Use EU p/n GWK-CHRMT101-017  Dichtscheibe/Graphit E PGC
Use EU p/n GWK-CHRMT101-202-4 Dosierwelle, 0,5ul Hastelloy-C E PGC
Use EU p/n GWK-CHRMT101-202-6 Dosierwelle, 2ul Hastelloy-C E PGC
Use EU p/n GWK-CHRMT101-205 FDV MAT komplett E PGC
Use EU p/n GWK-CHRMT101-206 = VERDAMPFERZYLINDER komplett E PGC
Use EU p/n GWK-CHRMT101-215  Verschraubung/Probe 1/8" E PGC
Use EU p/n GWK-CHRMT101-266  Verschraubung /Trégergas. 1/16" 316 SS E PGC
Use EU p/n GWK-CHRMT101-650 FDV Komplett E PGC
Use EU p/n GWK-CHRMT101-652  Verschraubung / Kapillar-Trenns. 1/16" E PGC
Use EU p/n GWK-CHRMT101-655-1 Seal Kit, PTFE/Rulon-J E PGC
Use EU p/n GWK-CHRMT101-655-9 Dichtkegelsatz PTFE VARTAFLON E PGC
Use EU p/n GWK-CHRMT101-657  Ferrule E PGC
Use EU p/n GWK-CHRNIR002 FT-NIR Spektrometer fuer NIR0O02 E PGC
Use EU p/n GWK-CHRPCCP660 DESCTOP-PC incl. 14" Monitor E PGC
Use EU p/n XXX DESCTOP-PC incl. SOFTWAREINSTALLATION E PGC
Use EU p/n GWK-CHRPCR126 Desctop-PC incl. 17" Monitor E PGC
Use EU p/n GWK-CHRPCR157 DESCTOP-PC incl. 15" Monitor E PGC
Use EU p/n GWK-CHRPROBDURCH DURCHLASSTEIL 6MM ROHR, GLATT E PGC
Use EU p/n GWK-CHRRGD2-3H0017 UV-Lampe G4T4 fiir RGD-2 E PGC
Use EU p/n GWK-CHRRGD2-3H001¢ Lamp Starter E PGC
Use EU p/n GWK-CHRSCHALLDAEN Hochleistungsschalldaempfer E PGC
Use EU p/n GWK-CHRSCHUTZWIFII Zwischenstecker fuer FID-Anschluss E PGC
Use EU p/n GWK-CHRSDANSCHLU! Schalldaempfer-Anschlussmuffe E PGC
Use EU p/n GWK-CHRSFMTO0001  Molsieve 5A 60/80 mesh (Saulenfullmat) E PGC
Use EU p/n GWK-CHRSFMT0002  Porapac Q 50/80 mesh (Saulenfillmat) E PGC
Use EU p/n GWK-CHRSFMT0003  HayeSep C 60/80 mesh (Saulenfilimat) E PGC
Use EU p/n GWK-CHRSFMT0004  SP 96 (Saulenfilimat) E PGC
Use EU p/n GWK-CHRSFMTO0005  SE 30 (Saulenfillmat) E PGC
Use EU p/n GWK-CHRSFMT0006  DEGS (Saulenfillmat) E PGC
Use EU p/n GWK-CHRSFMT0007  H3PO4 (Séulenfullmat) E PGC
Use EU p/n GWK-CHRSFMT0008  IGEPAL CO-990 (Saulenfullmat) E PGC
Use EU p/n GWK-CHRSFMTO0009  Oronite NIW (S&ulenfullmat) E PGC
Use EU p/n GWK-CHRSFMT0010  Silikagel 60/80 mesh (Saulenfilimat) E PGC
Use EU p/n GWK-CHRSFMT0011  Molekular Sieve 13x 60/80 mesh E PGC
Use EU p/n GWK-CHRSFMT0012  Chromosorb W AW DMCS 60/80 mesh E PGC
Use EU p/n GWK-CHRSFMT0013  Porapak T50/80 mesh E PGC
Use EU p/n GWK-CHRSFMT0014  Glass Wolle (Saulenfiillmat) E PGC
Use EU p/n GWK-CHRSFMT0015 HayeSep Q 80/100 mesh (Saulenfillmat) E PGC
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Use EU p/n GWK-CHRSFMT0016  HayeSep N 80/100 mesh (S&ulenfullmat) E PGC
Use EU p/n GWK-CHRSFMT0017  HayeSep T 80/100 mesh (S&ulenfullmat) E PGC
Use EU p/n GWK-CHRSFMT0018 HayeSep R 80/100 mesh (S&ulenfullmat) E PGC
Use EU p/n GWK-CHRSOFTSAFEG/ Software SAFE GAS/MODBUS DRIVER E PGC
Use EU p/n GWK-CHRSOND1567V0 Pumpenzubehoer E PGC
Use EU p/n GWK-CHRSOND1567V0 Probenpumpe E PGC
Use EU p/n GWK-CHRSOND1567V0 Pumpenzubehoer E PGC
Use EU p/n GWK-CHRSOND1567VO0 Sicherung 4 A E PGC
Use EU p/n GWK-CHRSONR104V02 Satz Spritzen 10 Microliter E PGC
Use EU p/n GWK-CHRSONR104V03 Spritze 1 Microliter E PGC
Use EU p/n GWK-CHRSPRITZEO1 Spritze mit auswechselb. Nadel (1ml Gas) E PGC
Use EU p/n GWK-CHRSPRITZEO2 Spritze mit auswechselb. Nadel (5ml Gas) E PGC
Use EU p/n GWK-CHRSPRITZEO3 Spritze SGE (100ml) E PGC
Use EU p/n GWK-CHRSPRITZEO04  Spritze SGE (100pl) E PGC
Use EU p/n GWK-CHRTSCP7375  Trennsaeule Chrompack 7375 E PGC
Use EU p/n GWK-CHRTSCP7381  Trennsaeule Chrompack 7381 E PGC
Use EU p/n GWK-CHRTSCP7452  Trennsaeule Chrompack 7452 E PGC
Use EU p/n GWK-CHRTSCP7680  Trennsaeule Chrompack 7680 E PGC
Use EU p/n GWK-CHRTSCP7688 TRENNSAEULE CHROMPACK 7688 E PGC
Use EU p/n GWK-CHRTSCP8752  Trennsaeule Chrompack 8752 E PGC
Use EU p/n GWK-CHRTSHP19091S TRENNSAEULE HP PONA 19091S E PGC
Use EU p/n GWK-CHRTSJW113430z TRENNSAEULE J&W 113-4302 E PGC
Use EU p/n GWK-CHRTSJW1134312 TRENNSAEULE J&W 113-4312 E PGC
Use EU p/n GWK-CHRTSJW123221¢ TRENNSAEULE J&W 123-2214 E PGC
Use EU p/n GWK-CHRTSREST1017: TRENNSAEULE Restek 10173 E PGC
Use EU p/n GWK-CHRTSREST1018{ TRENNSAEULE Restek 10188 E PGC
Use EU p/n GWK-CHRTSREST1405: TRENNSAEULE Restek 14051 E PGC
Use EU p/n GWK-CHRTSREST1405: TRENNSAEULE Restek 14054 E PGC
Use EU p/n GWK-CHRTSREST1405 TRENNSAEULE Restek 14057 E PGC
Use EU p/n GWK-CHRTSREST1504: TRENNSAEULE Restek 15043 E PGC
Use EU p/n GWK-CHRTSREST1507( TRENNSAEULE Restek 15070 E PGC
Use EU p/n GWK-CHRTSREST1507: TRENNSAEULE Restek 15072 E PGC
Use EU p/n GWK-CHRTSREST1507: TRENNSAEULE Restek 15073 E PGC
Use EU p/n GWK-CHRTSREST1508t TRENNSAEULE Restek 15088 E PGC
Use EU p/n GWK-CHRTSREST1971! TRENNSAEULE Restek 19715 E PGC
Use EU p/n GWK-CHRTSREST1971( TRENNSAEULE Restek 19716 E PGC
Use EU p/n GWK-CHRTSREST2011t Ceramic Scoring Wafer E PGC
Use EU p/n GWK-CHRTSREST2079( Deactivated Fused Silica Wool E PGC
Use EU p/n GWK-CHRTSREST2164! Restek Veri-Flow 500 Elect. Flowmeter E PGC
Use EU p/n GWK-CHRTSREST5292: TRENNSAEULE Restek 52922 E PGC
Use EU p/n GWK-CHRTSREST7015: TRENNSAEULE Restek 70152 E PGC
Use EU p/n GWK-CHRTSREST7015! TRENNSAEULE Restek 70155 E PGC
Use EU p/n GWK-CHRTSREST7015¢ TRENNSAEULE Restek 70158 E PGC
Use EU p/n GWK-CHRTSREST7017( TRENNSAEULE Restek 70170 E PGC
Use EU p/n GWK-CHRTSREST7017: TRENNSAEULE Restek 70173 E PGC
Use EU p/n GWK-CHRTSREST7017 TRENNSAEULE Restek 70177 E PGC
Use EU p/n GWK-CHRTSREST7017¢ TRENNSAEULE Restek 70179 E PGC
Use EU p/n GWK-CHRTSREST7018( TRENNSAEULE Restek 70188 E PGC
Use EU p/n GWK-CHRTSREST7019: TRENNSAEULE Restek 70192 E PGC
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Use EU p/n GWK-CHRTSREST7025! TRENNSAEULE Restek 70255 E PGC
Use EU p/n GWK-CHRTSREST7055: TRENNSAEULE Restek 70552 E PGC
Use EU p/n GWK-CHRTSREST7056¢ TRENNSAEULE Restek 70569 E PGC
Use EU p/n GWK-CHRTSREST7062: TRENNSAEULE Restek 70623 E PGC
Use EU p/n GWK-CHRTSREST7062! TRENNSAEULE Restek 70625 E PGC
Use EU p/n GWK-CHRTSREST7064( TRENNSAEULE Restek 70640 E PGC
Use EU p/n GWK-CHRTSREST7065: TRENNSAEULE Restek 70652 E PGC
Use EU p/n GWK-CHRTSREST7065! TRENNSAEULE Restek 70655 E PGC
Use EU p/n GWK-CHRTSREST7065¢ TRENNSAEULE Restek 70658 E PGC
Use EU p/n GWK-CHRTSREST7066° TRENNSAEULE Restek 70667 E PGC
Use EU p/n GWK-CHRTSREST7067( TRENNSAEULE Restek 70670 E PGC
Use EU p/n GWK-CHRTSSA24155 Trennsaeule Petrocol DH 150 24155 E PGC
Use EU p/n GWK-CHRTSSA24160-U Trennsaeule Petrocol DH 24160-U E PGC
Use EU p/n GWK-CHRTSSA25538 Trennsaeule SCOT 25538 E PGC
Use EU p/n GWK-CHRTSSUP00001( TRENNSAEULE SUPELCO 000010-203 E PGC
Use EU p/n GWK-CHRTSSUP25300l TRENNSAEULE SUPELCO 25300-U E PGC
Use EU p/n GWK-CHRTSSUP25302| TRENNSAEULE SUPELCO 25302-U E PGC
Use EU p/n GWK-CHRTSSUP25388 TRENNSAEULE SUPELCO 25388 E PGC
Use EU p/n GWK-CHRTSSUP25391 TRENNSAEULE SUPELCO 25391 E PGC
Use EU p/n GWK-CHRTSSUP25521 TRENNSAEULE SUPELCO 25521 E PGC
Use EU p/n GWK-CHRTSSUP25536 TRENNSAEULE SUPELCO 25536 E PGC
Use EU p/n GWK-CHRTSSUP25538 TRENNSAEULE SUPELCO 25538 E PGC
Use EU p/n GWK-CHRUMBMP236V(Umbau MP236 E PGC
Use EU p/n GWK-CHRWLDZELLSOMWLD-ZELLE 140 pl (Sonderausfertigung 1) E PGC
Use EU p/n GWK-CHRWLDZELLSOMWLD-ZELLE 140 pl (Sonderausfertigung 2) E PGC
Use EU p/n GWK-TS-KAT1-L1 Trennsaeule E PGC
Use EU p/n GWK-TS-KAT1-L2 Trennsaeule E PGC
Use EU p/n GWK-TS-KAT1-L3 Trennsaeule E PGC
Use EU p/n GWK-TS-KAT1-L4 Trennsaeule E PGC
Use EU p/n GWK-TS-KAT1-L5 Trennsaeule E PGC
Use EU p/n GWK-TS-KAT1-L6 Trennsaeule E PGC
Use EU p/n GWK-TS-KAT1-L7 Trennsaeule E PGC
Use EU p/n GWK-TS-KAT2-L1 Trennsaeule E PGC
Use EU p/n GWK-TS-KAT2-L2 Trennsaeule E PGC
Use EU p/n GWK-TS-KAT2-L3 Trennsaeule E PGC
Use EU p/n GWK-TS-KAT2-L4 Trennsaeule E PGC
Use EU p/n GWK-TS-KAT2-L5 Trennsaeule E PGC
Use EU p/n GWK-TS-KAT2-L6 Trennsaeule E PGC
Use EU p/n GWK-TS-KAT2-L7 Trennsaeule E PGC
Use EU p/n GWK-TS-KAT3-L1 Trennsaeule E PGC
Use EU p/n GWK-TS-KAT3-L2 Trennsaeule E PGC
Use EU p/n GWK-TS-KAT3-L3 Trennsaeule E PGC
Use EU p/n GWK-TS-KAT3-L4 Trennsaeule E PGC
Use EU p/n GWK-TS-KAT3-L5 Trennsaeule E PGC
Use EU p/n GWK-TS-KAT3-L6 Trennsaeule E PGC
Use EU p/n GWK-TS-KAT3-L7 Trennsaeule E PGC
Use EU p/n GWK-TS-TSTR Trennsaeulentest nur RS E PGC
Use EU p/n GWK-TS-TSTRS Trennsaeulentest R+S/R+V E PGC
Use EU p/n GWK-TS-TSTRSV Trennsaeulentest R+S+V E PGC
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KHZ-75398
M53134A2024A001
M53134A2024A052
M53134A2024A062
M53134A2024A070
M53134A2024A071
M53134A2024A072
P79006A114E1
P79006A133E1
S26361K472V150
S26361K551V150
S79610S15A68
S79610S20A68
S79610S23A68
S79610S24A68
S79610S26A68
S79610S27A68
S79610S28A68
S79610S32A68
S79610S33A68
S79610S34A68
S79610S9A68
SMC-DXT170291
SMC-DXT170-29-1
W74062M3601A1
W75047C2002X
W75070G1301A10
W75078D2X
W75086D1A205
W75086D1A300
W75086D3X
W79008C4502J]
W79008X17A2
W79022U4006B201
W79024R9281B253
W79025B220N20
W79045A4000X
W79050T2202L102
W79050W1213U102
W79054L1011T630
W79054N1010M250
W79054N1010M800
W79054N1011M160
W79064A4001B30
W79073B2405L1
W79073B2406L1
W79074U1403A3
W79078B1001A712
W79078B1004K602

Katalysator-Heizung 75398

Pneu. Umschaltventil UV107 K, M7x0,5
FILTERGEHAEUSE
EX-KLEMMKASTEN
PNEUM.UMSCHALTVENT UV111
PNEUM.UMSCHALTVENT UV112
PNEUM.UMSCHALTVENT UV113
Speicherpaket Franzoesisch PGC 101
PROGRAMMSPEICHER, ENGLISCH
17" Monitor MCM1755NTD

17" Monitor S-COL 17 MCM17P1
MODEM-PAKET

SERVER

DOWNLOAD DRIVER MODBUS AKTUELLE VERSION
TELEPERM-DRIVER

RPARCHIV

GCLAN

GCARCHIV

PROFIBUS DP DRIVER

PROFIBUS DP DRIVER V2.0
Sondertreiber Korea water

RGC - PAKET

DICHTUNG FUER MAGNETVENTIL
DICHTUNG FUER MAGNETVENTIL
LED-5RT LR5160-F/G
ESCAP-SERVOMOTOR
STIFTLEISTE,10P.

KAMMRELAIS 24V,K21
TEMPERATURBEGRENZER 205GRD
TEMPERATURBEGRENZER 300GRD
RELAIS 4 WECHSLER

WI-VAR 5K
Schliesskraft-Widerstand

TR-FET-J U421

EL-LASTREL ZRA6030
LCD-DISPLAY FUER SICHROMAT 1,2 U. 3
PHOTOMULTIPLIER
DRUCKSCHALTER

SCHALT-WIPP

SICH.T 6,3A/250V

SICH. M 0,250A

SICH. M 0,800A

SICH.M 1,6A/250V

GLUEHLAMPE, 30 V/20 MA MIT SOCKEL T4,5
BUCHSE ROT

BUCHSE BLAU
KUPPLUNGSSTECKER
KLEMMLEISTE,12POL
KLEMMLEISTE,4 POL
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W79079U4A3
W79079U9A3
W79083A1001D115
W79083A1001D24
W79083A1001E24
W79083A1001F115
W79083A1001F115
W79083A1001F220
W79083A1002D220
W79083A1002D24
W79084L1001B5
W79084U1001B12
W79084Z15X
W79086D2A170
W79087A1A54
W79087A2001B160
W79087A4A170
WIF-401-01036
WIF-401-01800
WIF-401-01801
WIF-401-01802
WIF-401-01806
WIF-401-02137
WIF-401-03403
WIF-902-01013
WIF-902-05001
S79610-S12-A68

S79610-S25-A68

C79458-.2432-A1
6ES5460-4UA13
6ES5430-4UA13
6ES5470-4UA12
C79451-A3404-B218
WIF-401-01044
WIF-902-01007
WIF-902-01005
WIF-401-01518
WIF-902-01001
WIF-902-01012
WIF-401-01527
WIF-401-01526
C79451-A3404-B801
WIF-401-1810
V23056-A0105-A401
C79451-A3404-B806
W75053-C1001-D112
W75053-C1001-E112

Leitungs-Einfuehrung EExdIIC
DURCHFUEHRUNG

HEIZKOERPER 115V

HEIZPATRONE 24V/35W

HEIZPATRONE, 55 W BEI 24 V
FLACHHEIZELEMENT

FLACHHEIZELEMENT

HEIZPATRONE 175W / 230V

HEIZKOERPER 220V

FID HEIZELEMENT (P300) 24V/35W
LITHIUMBATT.3,4V

LITHIUMBATT.3,4V

BATTERIEHALTER

THERMOSCHALTER TYP:3455RC

LUEFTER AX 24V DC

AXIALLUEFTER

AXIALLUEFTER 24VDC
KLAPPENSTEUERUNG

KLEMMENPLATTE

BUSPLATINE DETEKTORELEKTRONIK
BUSPLATINE DIGITAL ELEKTRONIK
TASTATURPLATINE

FEDER FUER KLAPPENSTEUERUNG
ISOLIERPLATTE FUER KLAPPENSTEUERUNG
SCHNAPPSCHALTER FUER KLAPPENSTEUERUNG
KNOPF MIT DECKEL RGC202

Software (DOS: Op. Prog. "Bedi", Configuration "Konfig", PCPU-2)

Software (DOS: Op. Prog. "Bedi"; simulation; requires S79610-S12-
AB8)

ECD-board

Analog input module 8 inputs

Digital input module 32 inputs 24V
Analog output module 8 outputs 0-20mA
Axial fan, 24V

Propeller, plastics

Propeller, in oven, metal

Fan motor

Motor condenser

Switch, door contact

Flap motor with gearbox

Temperature sensor Pt100, oven

Heater cartridge, oven

Terminal board (302)

Terminal board (Model 202)

Relay on upper side of terminal board (Model 202)
Heater control board

ABB contactor, 115V

ABB contactor, 230V
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Part Number (US) Part Number (EU) Description Other Information Weight kg. SN & Kit Ann'l Min. Loc Section Listed
Warr'y Qty Rate Qty
Use EU p/n W75078-D4-X Fuse unit E PGC
Use EU p/n W79024-B9281-B253 Electronic power relay E PGC
Use EU p/n W79041-E4203-K2 Mains filter, 115V E PGC
Use EU p/n W79041-E4163-B1 Mains filter, 230V E PGC
Use EU p/n C75451-71453-U2 Controller for EX-protection, Bachmann E PGC
Use EU p/n C75451-71453-U1 Control unit to operate EX-protection, Bachmann E PGC
Use EU p/n C79211-A3005-B16 Heating cartridge 230V (for all non-Ex detectors and injectors) E PGC
Use EU p/n W75083-A1001-D230 Detector heating cartridge, 230V (for all Ex detectors and LIV) E PGC
Use EU p/n C79452-7380-A2 TCD cell, chamber volume 70 pl E PGC
Use EU p/n C79211-A3005-A10 Thermal conductivity detector, chamber volume 350 pl E PGC
Use EU p/n C74211-A113-C3 Spanner E PGC
Use EU p/n C79211-A3023-A2 FID, without EX-protection, without ignition module E PGC
Use EU p/n C79211-A3000-D10 Nozzle ( quartz-glass) for FID E PGC
Use EU p/n C79211-A3003-A5 Flame ionization detector, complete (115 vac version) E PGC
Use EU p/n C79304-A3000-D41 Nozzle with 5 gaskets E PGC
Use EU p/n C79211-A3006-A1 FPD complete, without EX-protection, 230V E PGC
Use EU p/n C79211-A3006-A9 FPD complete, without EX-protection, 115V E PGC
Use EU p/n C79211-A3006-B17 Supply cable FPD E PGC
Use EU p/n F79211-A3006-B18 Measuring cable FPD E PGC
Use EU p/n C79211-A3006-B24 Ignition cable FPD E PGC
Use EU p/n C79211-A3006-C3 Reflector, FPD E PGC
Use EU p/n C79211-A3009-A3 Electron capture detector (ECD), 230V E PGC
Use EU p/n C79211-A3009-A5 Electron capture detector (ECD), 115V E PGC
Use EU p/n C79211-A3020-A1 Helium ionisation detector (HeD) E PGC
Use EU p/n C79211-A3024-A2 Hydrogenation reactor, complete without Ex-protection E PGC
Use EU p/n C79211-A3024-A1 Hydrogenation reactor, complete, explosion-proof E PGC
Use EU p/n C79211-A3028-Al Combi reactor E PGC
Use EU p/n C79211-A3028-B4 Hydrogenation tube E PGC
Use EU p/n C79211-A3028-B2 Cracking tube E PGC
Use EU p/n C74302-A32-B611 Restriction orifice, class 1 E PGC
Use EU p/n C74302-A32-B614 Restriction orifice, class 4 E PGC
Use EU p/n C74302-A32-B615 Restriction orifice, class 5 E PGC
Use EU p/n C74302-A32-B616 Restriction orifice, class 6 E PGC
Use EU p/n C74302-A32-B617 Restriction orifice, class 7 E PGC
Use EU p/n C74302-A32-B618 Restriction orifice, class 8 E PGC
Use EU p/n C74302-A32-B619 Restriction orifice, class 9 E PGC
Use EU p/n C74304-A16-B305 Restriction, fused silica 1.D.=0,15, O.D.=0,3mm length=6m E PGC
Use EU p/n C79402-71010-A23 Solenoid valve, 230V, for purging in Zone 1 E PGC
Use EU p/n C79304-A3000-D12 Pneumatic slider valve for Live-Switching; EX-Instruments, H2 carrier E PGC
gas
Use EU p/n C74304-A16-C474 Adaptor, 4mm -> 4mm E PGC
Use EU p/n C74304-A16-C475 Injection split E PGC
Use EU p/n C79211-A3022-B10 Slide vane (Valco) rotary valve, up to 220°C, complete oven-mounted C79211A3022B10 E Valves
valve

Use EU p/n C79211-A3022-A4 Slide vane (Valco) rotary valve, complete with external housing C79211A3022A4 E Valves
Use EU p/n C79304-A3000-D8 Set: 6 fittings for slide vane (Valco) rotary valve C79304A3000D8 E Valves
Use EU p/n C79211-A3022-B12 Slide vane (Valco) rotary valve 220°C without pneumatic drive C79211A3022B12 E Valves
Use EU p/n C79211-A3022-B13 Pneumatic drive for slide vane (Valco) rotary valve C79211A3022B13 E Valves
Use EU p/n C79211-A3002-A3 Liquid Injector Module , complete in external housing C79211A3002A3 E Valves
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Use EU p/n C79451-A3127-A1 Gas injection module, diaphragm, complete in external housing C79451A3127A1 E Valves

Use EU p/n C79304-A3000-C1 High temperature septum C79304A3000C1 E Valves

Use EU p/n C79304-A3000-D40 Gaskets for vaporizer, set: 10 graphite gaskets and 10 aluminium C79304A3000D40 E Valves
gaskets

Use EU p/n C79304-A3000-C48 Gasket for vaporizer, vespel C79304A3000C48 E Valves

Use EU p/n C74304-A16-B321 Packed, 2mm; Live-T-piece for columns I.D.= 2mm C74304A16B321 E Valves

Use EU p/n C74304-A16-B323 Packed, 2mm; Coupling capillary for Live-T-piece (Columns I.D. = C74304A16B323 E Valves
2mm)

Use EU p/n C74304-A16-B293 Packed, 3mm; Live-T-piece for columns I.D.= 3mm C74304A16B293 E Valves

Use EU p/n C74304-A16-B318 Packed, 3mm; Coupling capillary for Live-T-piece (Columns I.D. = C74304A16B318 E Valves
3mm)

Use EU p/n C79304-A3000-B8 Packed; Back-T-piece for columns I.D.=4mm C79304A3000B8 E Valves

Use EU p/n C79451-A3364-B27-Z  SAA Liquid Injection Valve, Deep Injection, SS, ("Z"=0.4, 0.6, 1.5 or  C79451A3364B27 E Valves
2.4 ul)

Use EU p/n C79451-A3364-B127-Z US-SAA Liquid Injection Valve, Deep Injection, SS, ("Z"=0.4, 0.6, 1.5 C79451A3364B127 E Valves
or 2.4 ul)

Use EU p/n C79451-A3364-B25-Z  SAA Liquid Injection Valve, Deep Injection with Glass Liner SS C79451A3364B25 E Valves
("Z2"=0.4, 0.6, 1.5 or 2.4 ul)

Use EU p/n C79451-A3364-B125-Z US-SAA Liquid Injection Valve, Deep Injection with Glass Liner SS = C79451A3364B125 E Valves
("Z2"=0.4, 0.6, 1.5 or 2.4 ul)

Use EU p/n C79451-A3114-B133 US-SAA Liquid Injection Valve, Standard, 0.6 ul, 1/8" Connections, C79451A3114B13 E Valves
SS, w/PTFE/Glass seals

Use EU p/n C79451-A3114-B134 US-SAA Liquid Injection Valve, Standard, 2.4 ul, 1/8" Connections, C79451A3114B13 E Valves
SS, w/PTFE Glass seals

Use EU p/n C79451-A3364-B64 SAA LIV Piston&Plunger, Notch, 0.4 ul, Hastelloy C79451A3364B64 E Valves

Use EU p/n C79451-A3364-B65 SAA LIV Piston&Plunger, Notch, 0.4 ul, Monel C79451A3364B65 E Valves

Use EU p/n C79451-A3364-B58 SAA LIV Piston&Plunger, Groove, 0.6 ul, Hastelloy C79451A3364B58 E Valves

Use EU p/n C79451-A3364-B59 SAA LIV Piston&Plunger, Groove, 1.2 ul, Hastelloy C79451A3364B59 E Valves

Use EU p/n C79451-A3364-B60 SAA LIV Piston&Plunger, Groove, 2.4 ul, Hastelloy C79451A3364B60 E Valves

Use EU p/n C79451-A3364-B61 SAA LIV Piston&Plunger, Groove, 0.6 ul, Monel C79451A3364B61 E Valves

Use EU p/n C79451-A3364-B62 SAA LIV Piston&Plunger, Groove, 1.2 ul, Monel C79451A3364B62 E Valves

Use EU p/n C79451-A3364-B63 SAA LIV Piston&Plunger, Groove, 2.4 ul, Monel C79451A3364B63 E Valves

Use EU p/n C79451-A3364-C131 US-SAA LIV Column Connector, Deep Injector with Glass Liner, M5  C79451A3364C131 E Valves
connection, SS
(use C31; see above.)

Use EU p/n C79451-A3364-B82 SAA LIV Column Connector Set, Deep Injector, M5, SS with Ferrules C79451A3364B82 E Valves

Use EU p/n C79451-A3364-B83 SAA LIV Column Connector Set, Deep Injector, M7x0.75, SS with C79451A3364B83 E Valves
Ferrules

Use EU p/n C79451-A3364-C27 SAA LIV Column Connector, Deep Injector, M5, SS C79451A3364C27 E Valves

Use EU p/n C79451-A3364-C28 SAA LIV Column Connector, Deep Injector, M7x0.75, SS C79451A3364C28 E Valves

Use EU p/n C74304-A16-C252 SAA LIV Outer Ring, Column Connector, Deep Injector, SS C74304A16C252 E Valves

Use EU p/n C74304-A16-C247 SAA LIV Back Ferrule, Column Connector, Deep Injector, SS C74304A16C247 E Valves

Use EU p/n C74304-A16-C240 SAA LIV Graphite Seal, Column Connector, Deep Injector, SS C74304A16C240 E Valves

Use EU p/n C79451-A3364-C125 SAA LIV Piston, Deep Injector, SS C79451A3364C125 E Valves

Use EU p/n C79451-A3358-C344 SAA LIV Mushroom, Deep Injection LIV with Glass Liner, Aluminum  C79451A3358C344 E Valves

Use EU p/n C79451-A3364-B57 SAA LIV Piston&Plunger, Cross Hole, 9.5 ul, Hastelloy C79451A3364B57 E Valves

Use EU p/n C79451-A3364-B55 SAA LIV Piston&Plunger, Cross Hole, 5.3 ul, Monel C79451A3364B55 E Valves
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Use EU p/n C79451-A3364-B56 SAA LIV Piston&Plunger, Cross Hole, 9.5 ul, Monel C79451A3364B56 E Valves

Use EU p/n C79451-A3114-B126 US-SAA LIV Vaporizer, with Mounting Disk, Standard, M7, 1/16" C79451A3114B12 E Valves
Tube, SS
(Use -B150; see above.)

Use EU p/n C79451-A3114-B150 US-SAA LIV Vaporizer, with Mounting Disk, Standard & Deep C79451A3114B15 E Valves
Injection, M7, 1/16" Tube, SS

Use EU p/n C79451-A3364-B72 SAA LIV Vaporizer, with Mounting Disk, Standard, M7x0.75, Hastelloy C79451A3364B72 E Valves

Use EU p/n C79451-A3364-B172 US-SAA LIV Vaporizer, with Mounting Disk, Standard, M7, 1/16" C79451A3364B172 E Valves
Tube, Hastelloy

Use EU p/n C79451-A3364-B73 SAA LIV Vaporizer, with Mounting Disk, Standard, M7x0.75, Monel C79451A3364B73 E Valves

Use EU p/n C79451-A3364-B80 SAA LIV Piston Housing, Standard, LIV, M7 Connections C79451A3364B80 E Valves

Use EU p/n C79451-A3364-B180 US-SAA LIV Piston Housing, Standard, LIV, 1/8" Connections C79451A3364B180 E Valves

Use EU p/n C79451-A3364-C124 SAA LIV Piston, Standard Injector, SS C79451A3364C124 E Valves

Use EU p/n C79451-A3358-C47 SAA LIV Mushroom, Standard & Deep Injection LIV without Glass C79451A3358C47 E Valves
Liner, Aluminum

V05000 GWK-AIV05000 Valve Test Stand 10.00 U Valves

V05100 GWK-AIV05100 Screwdriver, Torque, preset 35 inch Ib. 0.37 U Accessories

V06000 GWK-AIV06000 Model 20 Sample Valve, External Loop 2, all tubes 0.31 ID, SST 1.51 U Valves

V06001 GWK-AIV06001 Model 20 Sample Valve, External Loop, Capillary tubes all tubes .010 151 U Valves
ID, SST

VO06001R GWK-AIVO6001R Repair Model 20 valve number V06001 U Valves

V06002 GWK-AIV06002 Model 20 Sample Valve, External Loop 1, .015 ID on tubes 2, 4, & 5, 1.51 U Valves
SST

V06002R GWK-AIV0O6002R Repair Model 20 valve number V06002 U Valves

V06003 GWK-AIV06003 Model 20 Sample Valve, Internal Loop, .010 ID on tube 4, SST, 1.51 U Valves
(Standard)

VO06003R GWK-AIVO6003R Repair Model 20 valve number V06003 U Valves

V06005 GWK-AIV06005 Model 20, 2ul Internal Loop Valve 1.51 U Valves

V08020 GWK-AIV08020 Model 20 Sample Valve, External Loop, SST, High Temperature 1.51 U Valves

V08020R GWK-AIV08020R Repair Model 20 valve number V08020 U Valves

V08021 GWK-AIV08021 Model 20 Sample Valve, External Loop, Monel, High Temperature 1.51 U Valves

V08021R GWK-AIV08021R Repair Model 20 valve number V08021 U Valves

V08022 GWK-AIV08022 Model 20 Sample Valve, External Loop, Hastelloy "C", High 151 U Valves
Temperature

V08022R GWK-AIV08022R Repair Model 20 valve number V08022, hastelloy U Valves

V08023 GWK-AIV08023 Model 20 Sample Valve, Internal Loop, 2 ul, SST, High Temperature 1.51 U Valves

V08023R GWK-AIV08023R Repair Model 20 valve number V08023 U Valves

V08024 GWK-AIV08024 Model 20 Sample Valve, Internal Loop, 2 ul, Monel, High Temperature 1.51 U Valves

V08024R GWK-AIV08024R Repair Model 20 valve number V08024 U Valves

V08025 GWK-AIV08025 Model 20 Sample Valve, Internal Loop, 2 ul, Hastelloy "C", High 1.51 U Valves
Temperature

V08025R GWK-AIV08025R Repair Model 20 valve number V08025, high temperature hastelloy U Valves

V16022 GWK-AIV16022 Model 11, Air Loaded Piston, 303 SST 0.07 U Valves

V16023 GWK-AIV16023 Model 11, Spring Loaded Piston 0.07 U Valves
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V16030 GWK-AIV16030 Model 11, Retaining Ring Min. Qty. 50 0.01 U Valves

V16034 GWK-AIV16034 Model 20, Belleville Washer, 2" OD x 1" ID x 0.034" thick, (Dish Min. Qty. 20 0.01 U Valves
shaped)

V16038 GWK-AIV16038 Model X, 11, 20 Silicone O-Ring Size 10, .2401D,.070W Min. Qty. 100 0.02 U Valves

V16040 GWK-AIV16040 Model X, 11, 20, Silicone O-Ring, Size 133 Min. Qty. 50 0.02 U Valves

V16052 GWK-AIV16052 Model 11, Balls, SST, 5/32" (4.0 mm ) Dia. Min. Qty. 100 0.02 U Valves

V16055 GWK-AIV16055 Model 11 Sample Valve, Plunger (Flat Top) 0.02 U Valves

V19200 GWK-AIV19200 Operator Valve, (Steam Heat Coil), Honeywell, (MP953C1018) 1.00 U Sampling Systems

V19210 GWK-AIV19210 Valve, ¥2" 0.63CV, 150 LB., (Steam Heat Coil), Honeywell, (V5011G- 1.35 U Sampling Systems
1145)

V19350 GWK-AIV19350 Valve, Micro Instruments, Pop-It Model (MV316F1B/2489) 0.07 U Sampling Systems

V19680 GWK-AIV19680 MAT Valve Seals, Heater & Probe, (101 205) 3.36 U Valves

V19685 GWK-AIV19685 MAT Valve Stem, 0.25ul, Hastelloy "C-4", (101 202-025) 0.01 U Valves

V19686 GWK-AIV19686 MAT Valve Stem, 2ul, Hastelloy "C4", (101 202-2) 0.01 U Valves

V19687 GWK-AIV19687 MAT Valve Seal Set, Rulon-J (3 Piece Set), (101 002-1) 0.17 U Valves

V19688 GWK-AIV19688 MAT Valve Stem, 5ul, Hastelloy "C-4", (101 202-5) 0.01 U Valves

V19689 GWK-AIV19689 MAT Valve Stem, 10ul, Hastelloy "C-4", (101 202-10) 0.01 U Valves

V19690 GWK-AIV19690 MAT Valve Stem, 1.0 ul, Hastelloy "C-4", (101 202-1) 0.01 U Valves

V19691 GWK-AIV19691 MAT Valve Stem, 0.5ul, Hastelloy "C-4", (101 202-05), Standard 0.01 U Valves

V19692 GWK-AIV19692 MAT Valve O-Ring Set, (001 043) U Valves

V20001 GWK-AIV20001 Valve, Needle Flow Control, Nupro (B-SS2-A-OJ-SL), Brass 0.09 U Sampling Systems

V20100 GWK-AIV20100 Valve, Metering, Nupro, 1/8" NPT Inlet 1/8" Tube Outlet, (B-SM2-S2- 0.09 U Sampling Systems
A), Brass

V20255 GWK-AIV20255 Relief Valve, .5 PSI, %" MNPT Connector, 2.07" long, 1.87" Dia., 0.17 U Optichrom
(Brass)

V20305 GWK-AIV20305 Needle Flow Control Valve, 1/16", Inlet/Outlet, (SS-SS1-A-OH-SL) 0.06 U Optichrom
(requires Valve Guide A50048)

V20310 GWK-AIV20310 Needle Adjust Valve, 1/8" Inlet/Outlet, (SS-SS2-A-OH-SL) 0.08 U Optichrom

V20395 GWK-AIV20395 Valve, Pressure Relief, Nupro, 1/3 PSIG, 1/* T End Connection, (SS- 0.07 U Sampling Systems
2C-1/3)

V20503 GWK-AIV20503 Valve, Spring 1/3 Lb. Nupro (302-4C-K2-1/3) 0.25 U Sampling Systems

V20600 GWK-AIV20600 Valve, Check, Nupro, 100 PSI, ¥" Tube In & Out, (§S-4C-100) 0.09 U Sampling Systems

V20602 GWK-AIV20602 Valve, Pressure Relief, Nupro, 50-150 PSI (SS-4CA-50) U Sampling Systems

V20700 GWK-AIV20700 Valve, Fisher, Pressure Relief, 7 PSI Max. Inlet, (289L-21) 0.63 U Sampling Systems

V20830 GWK-AIV20830 Valve, Ball, Whitey, Reinforced Teflon Seat, (SS-63TF8) 0.75 U Sampling Systems

V30500 GWK-AIV30500 Valve, Repair Kit, Peter Paul, (2K31-V) 0.30 U Sampling Systems

V30701 GWK-AIV30701 Valve, Plungers, Teflon, Peter Paul, (26TT-16) 0.05 U Sampling Systems

V30702 GWK-AIV30702 Valve, Body, Teflon Seals, Peter Paul, (20-1310) 0.20 U Sampling Systems

V30703 GWK-AIV30703 Valve, Plungers, Viton, Peter Paul, (2611-16) 0.05 U Sampling Systems

V30710 GWK-AIV30710 Valve, Coil, High Temperature 356°F, Peter Paul, (2C-418-D24) 0.13 U Sampling Systems

V30900 GWK-AIV30900 Valve, Solenoid, 2/way, (Air Monitor) Peter Paul, (E22N9DCCM) 0.71 U Sampling Systems

V31006 GWK-AIV31006 Valve, Solenoid Valve, Teflon Seat, High Temp., Peter Paul, 0.71 U Sampling Systems
(E26X00150CH-115DC)

V31010 GWK-AIV31010 Valve, Solenoid Valve, Viton Seat, High Temp., Peter Paul, 0.70 U Sampling Systems
(E26X00280CH-115DC)

V50200 GWK-AIV50200 Valve, 3/Way Solenoid, (Single), N/C, Skinner, (B13-DK1-150) 0.16 U Optichrom

V50205 GWK-AIV50205 Valve, Solenoid, 3/way, NC, 100 VAC, 50/60 Hz, 7W, Skinner, 0.17 U Sampling Systems
(B13DK150AB6ACT)

V50590 GWK-AIV50590 Valve, 4/Way Solenoid, (Dual), Air, Skinner, (MDB-047-120VDC) 0.43 U Optichrom
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V50600 GWK-AIV50600 Valve, 3/Way Solenoid, (Triple), Air, Skinner, (MDB-045-120VDC) 0.72 U Optichrom
V52100 GWK-AIV52100 Valve, Kit of O-rings & fittings for V50600, Skinner (MB-60-S003) 0.01 U Sampling Systems
V60004 GWK-AIV60004 Valve, Ball, 2-Way, Whitey, ¥"T Inlet & Outlet, SST, (SS-43S4) 0.16 U Sampling Systems
V60204 GWK-AIV60204 Valve, Ball, 3-Way, Whitey, ¥"T Inlet & Outlet, SST, (SS-43XS4) 0.19 U Sampling Systems
V66010 GWK-AIV66010 Valve, Fast Purge Toggle Shut-Off Valve, Whitey, ¥4" Inlet/Outlet, (SS- 0.11 U Optichrom
1GS4)
V70025 GWK-AIV70025 Valve, Shut-Off, Whitey, ¥4" Inlet, %"Outlet, SST, (SS-1VM4-S4) 0.13 U Sampling Systems
V70200 GWK-AIV70200 Valve, Shut-Off, Whitey, %" Inlet & Outlet, Monel, (M-1VS4) 0.13 U Sampling Systems
V70250 GWK-AIV70250 Valve, Shut-Off, Whitey, %" Inlet & Outlet, SST, (SS-1VS4) 0.13 U Sampling Systems
V70550 GWK-AIV70550 Valve, Shut-Off, Whitey, 3/8" Inlet & Outlet, SST, (SS-1VS6) 0.29 U Sampling Systems
V70600 GWK-AIV70600 Valve, Shut-Off, Whitey, %2" Inlet & Outlet, SST, (SS-1VS8) 0.32 U Sampling Systems
V80100 GWK-AIV80100 Valve, Shut-Off, Whitey, 1/8" Inlet & Outlet, SST, (SS-ORM2-S2) 0.08 U Sampling Systems
V80300 GWK-AIV80300 Valve, Shut-Off, Whitey, 1/8" Inlet & Outlet, SST, (SS-ORS2) 0.08 U Sampling Systems
V80301 GWK-AIV80301 Valve, Shut-Off, Whitey, 1/8" Inlet & Outlet, Monel, (M-ORS2) 0.09 U Sampling Systems
V81400 GWK-AIV81400 Valve, Shut-Off, Whitey, %" Inlet & Outlet, SST, (SS-1RS4) 0.13 U Sampling Systems
V82050 GWK-AIV82050 Valve, Ball, Whitey, 1/8" Inlet & Outlet, (SS-41S2) 0.09 U Sampling Systems
V82052 GWK-AIV82052 Whitey 3-Way Ball Valve, 1/8" Inlet/Outlet, (SS-41X-S2) 0.10 NR U Sparger
V82071 GWK-AIV82071 Valve, Air Actuator, Whitey, 180° Double Acting, (MS-151-DA-HT) 0.58 U Sampling Systems
V82081 GWK-AIV82081 Valve, Ball, 3-Way, Whitey, %", SST (SS-83XT-F4) 0.37 U Sampling Systems
V83025 GWK-AIV83025 Valve, Shut-Off, Whitey, 3/8" Inlet & Outlet, Monel, (M-1VS6) 0.29 U Sampling Systems
V85092 GWK-AIV85092 Air Operated Sample Splitter Valve, N/C,300 PSI Max, 50-150 PSI Air 0.22 U Optichrom
(SS-92F2-A-C)
V85093 GWK-AIV85093 Air Operated Sample Shut-Off Valve, N/O,450 PS| Max, 50-150 PSI 0.22 U Optichrom
Air
(SS-92F2-A-0)
V85095 GWK-AIV85095 Valve, Air Operated, Whitey, Monel, (M-92F2-A-O) 0.23 U Sampling Systems
V86000 GWK-AIV86000 Valve, Ball, Air Operated Ball, Whitey, Spring Return, 90° Rotation, 0.78 U Sampling Systems
(MS-131SR)
V86001 GWK-AIV86001 Whitey Ball Valve Actuator, 180 Degrees, (MS-151SR) 0.76 NR U Sparger
V86006 GWK-AIV86006 Valve, Mounting Kit, Whitey, (MS-MB-43) 0.20 U Sampling Systems
V95000 GWK-AIV95000 Vortex Tube, Model 106-8-H, (Oven Cooler), (CFM Anti Icing 0.10 U Optichrom
generator Bushing)
W10000 GWK-AIW10000 Model 11, Washer Spring, SST, 0.190" Min. Qty. 100 0.02 U Valves
WRK-E-1-1112 GWK-AIWRK-E-1-1112 CD, Maxum OPC Server, latest version Maxum 1 or Il 0.20 1.00 NR U Maxum
WRK-E-1-1121 GWK-AIWRK-E-1-1121 Discontinued; CD, Maxum Air Monitor and Reporting package, latest Price not available 0.20 1.00 NR U Maxum
version
WRK-E-1-1211 GWK-AIWRK-E-1-1211 CD, Maxum Simulated Distillation SimDis Builder, latest version Maxum 1 or Il 0.20 1.00 NR U Maxum
WRK-E-1-2111 GWK-AIWRK-E-1-2111 CD, Maxum MaxBasic Editor, latest version Maxum 1 or Il 0.20 1.00 NR U Maxum
WRK-E-2-1111 GWK-AIWRK-E-2-1111 APC Software Version 8.0; upgrade only. 0.01 U Optichrom
WRK-E-3-1111 GWK-AIWRK-E-3-1111 CD, Maxum Workstation Tools, latest version Maxum 1 or Il 0.20 1.00 NR U Maxum
WRK-E-6-1111 GWK-AIWRK-E-6-1111 Discontinued; contact factory; CD, Maxum Workstation Tools, Price not available 0.20 1.00 NR U Maxum
upgrade only
WRK-E-7-1111 GWK-AIWRK-E-7-1111 CD, Maxum Workstation Patch Files Maxum 1 or Il 0.20 1.00 NR U Maxum
X00604 GWK-AIX00604 FID Detector Repair Kit, (For Detector cell side of FID Block) 0.05 U Optichrom
X00605 GWK-AIX00605 Advance FID 2 Repair Kit 0.10 U Optichrom
X00618 GWK-AIX00618 Column, Methanator Assembly U Columns
X00619 GWK-AIX00619 Column, Apiezon L Hot U Columns
X00626 GWK-AIX00626 Model 11 Repair Refill Kit, (Diaphragm Plunger) 0.14 U Valves
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X00684 GWK-AIX00684 FPD Repair Kit 0.17 U Optichrom

X017522-00F GWAK-AIX017522-00F Discontinued; use 2021715-001 thru 2021719-004 below. Price not available 0.02 1.00 NR U Maxum
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